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Specifications:
Current Rating:1.5A AC/DC
Voltage Rating:230V AC/DC

Contact Resistance:20m ohm. Max.

] 2.54+0.05 : ‘ _
5401 Insulation Resistance:1000M ohm. Min.
A+0.15 Mating Height Draw. Withstanding Voltage:AC 500V AC/'mmute ‘
Operating Temperature Range:—40°'C ~ +105°C
2 05 Material and Finish
0.60 1.05 Insulator:High Temp. Plastic (UL94V-0)
Contact material:Phosphor Bronze
H 2 Finish:Tin Plated
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4- Tape & Reel without vacuum cap




