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LAZER CT™ RECIPROCATING SAW BLADES
Carbide Tipped for the Highest Performance in Metal Cutting Applications

UP TO 50X LIFE*
High performance carbides are welded to the  
cutting edge for durability and to help  
prevent tooth loss

FAST CUTS IN DEMANDING METAL  
CUTTING APPLICATIONS 
Titanium coating makes teeth more wear-resistant  
so they stay sharp for quicker cuts

STRAIGHT CUTS IN LARGE DIAMETER MATERIALS
Tall, thick blade profile designed to help deliver straight 
 cuts and long life

ENGINEERED FOR PERFORMANCE
Each tooth is precision ground to cut through a wide range  
of metals including steel pipe, cast iron and stainless steel

* vs. 10TPI Standard LENOX Bi-Metal reciprocating saw blades cutting cast iron and rebar

ITEM NO. TPI
LENGTH x WIDTH x THICKNESS MASTER 

PACK
ORDER UNIT

= PACK**
MIN. ORDER QTY
BLADES/PACK APPLICATION

IN MM EAN

M
ET

AL

2014212 8 4 x 1 x .052 102 x 25 x 1,3 885363190298 150 1 1

2014220 8 6 x 1 x .052 152 x 25 x 1,3 885363190311 150 1 1

2014224 8 9 x 1 x .052 229 x 25 x 1,3 885363190335 90 1 1

LXAR12108CT-1 8 12 x 1 x .050 305 x 25 x 1.3 885911645683 90 1 1

LXAR6110CT-1 10 6 x 1 x .050 152 x 25 x 1.3 885911645706 90 1 1

LXAR9110CT-1 10 9 x 1 x .050 229 x 25 x 1.3 885911645621 90 1 1

LXAR12110CT-1 10 12 x 1 x .050 305 x 25 x 1.3 885911645652 90 1 1
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LENOX® Carbide Tipped  
5PC Reciprocating Saw  
Blade Kit

LENGTH X WIDTH X THICKNESS

QTY PROD NO TPI IN MM

1 656RCT 6 6 x 1 x .050 152 x 25 x 1.3
1 6108RCT 8 6 x 1 x .050 152 x 25 x 1.3
1 6110RCT 10 6 x 1 x .050 152 x 25 x 1.3
1 956RCT 6 9 x 1 x .050 229 x 25 x 1.3
1 9108RCT 8 9 x 1 x .050 229 x 25 x 1.3 

DEMOLITION CT™ RECIPROCATING SAW BLADES
Carbide Tipped for the Highest Performance in Nail-Embedded Wood

UP TO 50X LIFE*
High performance carbides are welded to the  
cutting edge for durability and to help  
prevent tooth loss

STANDS UP TO TOUGH  
DEMOLITION APPLICATIONS
Tall, thick blade profile designed to add durability  
and minimizes blade breaks

ENGINEERED FOR FAST PERFORMANCE 
Each tooth is precision ground to cut through wood  
with nails with ease 

* vs. 6TPI Standard LENOX Bi-Metal reciprocating saw blades cutting wood with nails

ITEM NO. TPI
LENGTH x WIDTH x THICKNESS MASTER 

PACK
ORDER UNIT

= PACK**
MIN. ORDER QTY
BLADES/PACK APPLICATION

IN MM EAN

DE
M

OL
IT

IO
N 1832118 6 6 x 1 x .052 152 x 25 x 1,3 885363011715 150 1 1

1832143 6 9 x 1 x .052 229 x 25 x 1,3 885363011746 150 1 1

1832146 6 12 x 1 x .052 305 x 25 x 1,3 885363011777 90 1 1

**Items can only be ordered in minimum order unit or multiples of it

NEW LXARCT5SET
5 PIECE
CARBIDE TIPPED RECIP KIT
Includes Storage Case


