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COMPACT splicing connector; for solid conductors; max. 2.5 mm²; 3-conductor;
transparent housing; orange cover; Surrounding air temperature: max 60°C (T60);
2,50 mm²

Data Sheet | Item Number: 2273-203

Advantages:

• Convenient wiring via extremely compact design
• Push-in termination of up to eight solid conductors
• Cross-section range: 0.5 … 2.5 mm²
• Any combination of conductor sizes is possible
• PUSH WIRE® connection terminates solid (“s”) copper conductors

Installation Notes

Conductor termination

Strip solid conductor to 11 mm/0.43 inch
(see marking).

The transparent housing shows if con
ductors are fully inserted; within the colo
red base, a clear port shows if the con
ductor's strip length is correct.
Conductors are correctly stripped if the
clear port shows no bare conductor on
the unprinted connector side. Picture
shows center conductor with exceeded
strip length.

Termination: Insert the stripped solid
conductor until it hits the backstop.

Removal: Hold conductor to be removed
and twist alternately left and right while
pulling the connector.

.

Testing

Testing via test port opposite to conduc
tor entry.

.
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