3X High Performance No-Fil Adalox A259

Premium, P-graded aluminum oxide abrasive with fiber-reinforced backing.
Specially coated to resist loading and tearing for 3X the life over
conventional aluminum oxide products. First choice when performance
counts on sanding tough finishes or looking for exceptional finish.

High flexibility.

Premium No-Fil Adalox A275 (B-wt)

Premium, P-graded aluminum oxide abrasive resin bonded to a B-weight
backing. Specially coated to resist loading and tearing over conventional
aluminum oxide products.

No-Fil Merit PB273 (B-wt)

P-graded aluminum oxide abrasive for fast cutting action and extended life
with consistent finish. Flexible latex B-wt backing with a full resin bond and

open coat allows for improved resistance to delamination. The water-based PART NUMBER UPG-A GRIT m{( E}s‘";
stearated, non-pigmented No-Fil coating provides improved load resistance g x 11" BULK — UPG BAR CODED
and no color transfer to the work piece. 3X High Performance A25 (Aluminum Oxide) Paper — Open Coat
Adalox A211 (D-wt), A212 (A-wt), A213 (C-wt) 07660702623 076607026231  P400B 100 500
For dry sanding hardwood, metal and composites by hand or machine. 07660702624 076607026248  P320B 100 500
Long Iastir!g, aluminum oxide abrasive is open coated on high tensile paper. 07660702625 076607026255 P220B 100 500
A, C, D weight paper. 07660702626 076607026262  P180B 100 500
E-Z Flex Metalite K225 (J-wt) 07660702627 (076607026279  P150B 100 500
For deburring, cleaning and polishing of metal. Rugged aluminum oxide 07660702628 076607026286  P120B 100 500
abr_asivel is electro-coated onto a flexible cloth backing. Outperforms natural 07660702629 076607026293  P100B 50 250
grains, like emery. 07660702630 (076607026309  P8OC 5 250
Garnet A511 (A-wt), A513 (C-wt), A514 (D-wt) 07660702631 (076607026316  P60C 50 250
For rough through finish hand sanding of softer woods and cabinet work. Adalox A211, A212, A213 (Aluminum Oxide) Paper — Open Coat
Use dry on bare WO_Od prior to coating. Natural garnet abrasive is electro- 07660700156 076607001566  P220A 100 500
coated on high tensile paper. A, C, D weight paper. 07660700157 076607001573 P180A 100 500
Tufbak Durite Waterproof T461 (C-wt) 07660700158 (076607001580  P150C 100 500
For sanding between coats of primers and other finishes on wood or metal 07660700159 (076607001597  P120C 100 500
V\iithtwater ?rdotthertlubriﬁantst. Diam?nd-like bsilif(pn carbide abrasive is 07660700160 076607001603  P100C 100 500
electro-coated to a tough, waterproof paper backing. 07660700151 076607001511  P80D 50 250
Tufbak Durite Waterproof T401 (A-wt), T414 (A-wt) 07660700152 076607001528  P6OD 50 250
For generating the ultimate finish in wet sanding applications. The premium 07660700153 076607001535  P50D 50 250
20 t1ong resin bond systom provides ulimate flxibily, long He ang - O00TONIS OTESVTIDISA2 . PAID %1
o o tanca | yotem P u y. long 07660700155 (076607001559  P36D % 1%
Garnet A511, A513, A514 Paper — Open Coat
Tufbak Waterproof T280 (A-wt) 07660701511 076607015112  220A 100 500
durable waterproof paper providing an ultra fine finish with improved 07660701513 076607015136 1500 100 500
tear resistance. 07660701514 076607015143  120C 100 500
. . 07660701515 076607015150  100C 100 500
No-Fil Durite A414 (A-wt)
) . - - 07660701516 076607015167  80C 50 250
For sanding between coats of primers and other finishes. The combination
of sharp silicon carbide abrasive, a strong resin bond and special anti-clog 07660701517 076607015174 60C 0 250
coating gives it increased sanding life in dry applications. Use the A-weight 07660701518 076607015181 50D 50 250
version when looking for a high flexibility backing for longer life and Tufbak Waterproof T280 Paper - Close Coat
increased performance. 07660701293 076607012937  G00A 50 250
No-Fil Durite A475 (B-wt) 07660701294 076607012944  400A 50 250
For sanding between coats of primers and other finishes. The combination 07660701295 076607012951  320A 50 250
of sharp silicon carbide abrasive, a strong resin bond and special anti-clog 07660701296 076607012968  220A 50 250
coating gives it increased sanding life in dry applications. Emery K622 Cloth - Close Coat
Emery K622 07660701308 076607013088  Fine 50 250
For scouring and polishing non-rated metals and utensils. Emery abrasive is 07660701309 076607013095  Medium 50 250
durabonded onto a flexible cloth backing. 07660701307 076607013071  Coarse 25 125
66261101255 662611012553  Ex. Coarse (Non-UPC) 25 125
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PART NUMBER  UPC-A GRIT PACK CASE PART NUMBER  UPC-A GRIT PACK CASE
9" x 11" BULK - NON UPC 9" x 11" BULK — NON UPC (CONTINUED)
Premium No-Fil Adalox A275 (Aluminum Oxide) Paper — Open Coat No-Fil Durite A475 (Silicon Carbide) Waterproof Paper - Open Coat

NEW 66261131618 662611316187  P1500B 100 500 66254487400 662544874006  320B 100 500 NEW

NEW 66261131619 662611316193  P1200B 100 500 66254487399 662544873993  240B 100 500 NEW

NEW 66261131620 662611316200  P1000B 100 500 66254487398 662544873986  220B 100 500 NEW

NEW 66261131621 662611316217  P800B 100 500 66254487397 662544873979  180B 100 500 NEW
66261131622 662611316224  P600B 100 500 66254487396 662544873962  150B 100 500 NEW
66261131624 662611316248  P400B 100 500 66254487395 662544873955  120B 100 500 NEW
66261131626 662611316262  P320B 100 500 66254487394 662544873948  100B 100 500 NEW
66261131627 662611316279  P280B 100 500 66254487393 662544873931  80B 50 250 NEW
66261131628 662611316286  P240B 100 500 Tufbak Durite T401/T414 (Silicon Carbide) Waterproof Paper - Close Coat
66261131629 662611316293  P220B 100 500 66261139377 662611393775 25008 50 250
66261131630 662611316309  P180B 100 500 66261139378 662611393782 20008 50 250
66261131631 662611316316  P150B 100 500 66261139379 662611393799 15008 50 250
66261131632 662611316323  P120B 100 500 66261139380 662611393805 12008 50 250
66261131633 662611316330  P100B 100 500 66261139381 662611393812 10008 50 250
66261131634 662611316347  P80B 50 250 66261139360 662611393607  600B 50 250
No-Fil Merit PB273 (Aluminum Oxide) Paper — Open Coat 66261139361 662611393614 5008 50 250

NEW 66623311870 666233118709  P400B 100 500 66261139362 662611393621  400B 50 250

NEW 66623311871 666233118716  P320B 100 500 66261139363 662611393638  360B 50 250

NEW 66623311879 666233118792  P240B 100 500 66261139364 662611393645  320B 50 250

NEW 66623311873 666233118730  P220B 100 500 66261139365 662611393652  280B 50 250

NEW 66623311874 666233118747  P180B 100 500 66261139366 662611393669  240B 50 250

NEW 66623311875 666233118754  P150B 100 500 66261139367 662611393676  220B 50 250

NEW 66623311876 666233118761  P120B 100 500 Tufbak Durite T461 (Silicon Carbide) Waterproof Paper — Close Coat

NEW 66623311877 666233118778  P100B 100 500 66261130334 662611303347  600C 50 250

NEW 66623311878 666233118785  P8OB 50 250 66261130333 662611303330  400C 50 250
Adalox A211, A212, A213 (Aluminum Oxide) Paper — Open Coat 66261130332 662611303323  320C 50 250
66261100240 662611002400  P220A 100 500 66261130331 662611303316  240C 50 250
66261100245 662611002455  P180A 100 500 66261101150 662611011501  180C 50 250
66261100285 662611002851  P150C 100 500 66261101155 662611011556  150C 50 250
66261100290 662611002905  P120C 100 500 66261101160 662611011600  120C 50 250
66261100295 662611002950  P100C 100 500 66261101165 662611011655  100C 50 250
66261100315 662611003155  P80D 50 250 66261101170 662611011709  80C 50 250
66261100320 662611003209  P60D 50 250 66261101175 662611011754  60C 50 250
66261100325 662611003254  P50D 50 250 Metalite K225 (Aluminum Oxide) Cloth - Close Coat
66261100330 662611003308  P40D 25 125 66261126330 662611263306  P600J 50 250
66261100335 662611003353  P36D 25 125 66261126331 662611263313  P400J 50 250
Garnet A511, A513, A514 Paper — Open Coat 66261126332 662611263320  P320J 50 250
66261101488 662611014885  220A 100 500 66261126333 662611263337  P280J 50 250
66261101489 662611014892  180A 100 500 66261126334 662611263344  P240J 50 250
66261101490 662611014908  150A 100 500 66261126335 662611263351  P220J 50 250
66261101495 662611014953  120A 100 500 66261126336 662611263368  P180J 50 250
66261101500 662611015004  100A 100 500 66261126337 662611263375  P150J 50 250
66261101505 662611015059  80A 50 250 66261126338 662611263382  P120J 50 250
66261101525 662611015257  150C 100 500 66261126339 662611263399  P100J 50 250
66261101530 662611015301  120C 100 500 66261126340 662611263405  P80J 25 125
66261101535 662611015356  100C 100 500 66261101861 662611018616 60X 25 125
66261101555 662611015554  80C 50 250 66261101862 662611018623 50X 25 125
66261101560 662611015608  60C 50 250 9" x 10" BULK — NON UPC
66261101570 662611015707 40D 25 125 Adalox A215 (Aluminum Oxide) Paper — Open Coat
CONTINUED 66261101380 662611013802  P150B 50 250

66261101385 662611013857  P100B 50 250
66261101390 662611013901  P60B 50 250

HOW TO CUT A 9" X 11" FULL SHEET TO FIT YOUR SANDER

[ SRS

1/2 sheet 1/4 sheet 1/3 sheet Block
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