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LAMP SPECIFICATION

Voltage .... 4.8 V nom.

Amperage .... 0.57 A mox.
Wattage .... 2.4 W nom.

Cold resistance .... 0.85 ohms min.
Filament .... Single coil.

Lamp cap .... PX13.5s

PHILLIPS ref.no. HMP20 or HPR62




