
Electronic Push Button
Bouton-poussoir électronique
Drucktaster elektronischen
Elettronico a pulsante
Botão eletrônico de pressão
Electrónica pulsador

(Cat 800K-30 _; 800K-22 _)

WARNING: To prevent electrical shock, disconnect from power source before  installing  or  servicing.  Install 

in suitable enclosure.

Installation Instructions

3,4 Nm
(30 lb-in)

3,4 Nm
(30 lb-in)

1,3 - 5 mm
(0.05 - 0.20 in)

25 mm
(1 in)

800T-N245

Note: 
Devices are rated Type 4, 4X and 13.
Install on a flat, smooth surface of an enclosure. 
Devices maintain their Type ratings only when properly
mounted in an enclosure with the same rating(s). 

1,3 - 5 mm
(0.05 - 0.20 in)
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Option
Wahl
Opzione
Opção
Opción

电子按钮开关  
電子プッシュボタンスイッチ
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800K-30FMN24X10
800K-22FMN24X10

800K-30FMB24X10
800K-30FMG24X10
800K-30FMW24X10
800K-22FMG24X10
800K-22FMW24X10
800K-22FMB24X10

800K-30FMR24X01
800K-22FMR24X01

3

4

X1 (+)
24 VDC

LED
X2 (-)

3

4

1

2

X1 (+)
24 VDC

LED
X2 (-)

0,45 Nm
(4 lb-in)

5 mm

0,2 - 1,5 mm2

(#26 - #14  AWG)
0,6 mm 3,5 mm
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