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“\ \/ENTURE® Electronic Ballast for HID Lamps

Ballast Code Type Lamp Types

\JJ S%t‘r’coo%gi a Standard 150W (Quartz, Ceramic, HPS)
Electricalibata
Actual Lamp Power (W) 148
Circuit Watts (W) 161
Dimmed Power Level n/a Economy 67% 50%
Dimmed Lamp Power (W) n/a n/a n/a
Dimmed Circuit Watts (W) n/a n/a n/a
Input Voltage (V) 220 - 240 + 10% Lamp Waveform Square Wave
Input Frequency (Hz) 50/ 60 Lamp Operating Frequency (Hz) 210
Input Current (A) @ 240V 0.67 Voltage Ignition (kV) 3
Power Factor >0.95 Maximum Cable Capacitance (pf) 100
Total Harmonic Distortion (THD) % <10
Max Ballasts per C16A Circuit 19

Safety / Thermal Requirements

Short Circuit Protection Maximum Case Temperature (°C) 90
Continuous Open Circuit Yes Maximum Ambient Temperature (°C) 50
Thermal Protection with Auto Reset Minimum Ambient Temperature (°C) -20
End of Lamp Protection Conformal Coating (°C) n/a

Physical Data / Reguirements
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Type Cable Clamp
Termination Size (mm?) 1.5
Length (mm) n/a
Case Type Aluminium Covered
Length (mm) 185
Width (mm) 83
Height (mm) 35 L ° °
Fixings (mm) 134-138 X 70-74 N % Q
Weight (9) 820 g

Earth *1

IP Rating
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Addrtional Information

Venture Lighting Europe Ltd. Trinity Court, Batchworth Island, Church Street, Rickmansworth, Herts ,WD3 1RT, United Kingdom
Tel: +44 (0) 845 230 2222, Fax: +44 (0) 845 230 2077, www.venturelightingeurope.com




