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° FLOOR MOUNTING TRANSFORMER
TYPE: ISOLATION TRANSFORMER
INPUT: 240V 50Hz
OUTPUT: 55-0-55V
CENTER TAP EARTHED
RATING: 5KVA CONTINUOUS
ENCLOSURE: MILD STEEL
RATED IP22
COLOUR: RAL 7032 (BEIGE)
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