
 

 

Datasheet 

RS PRO Male USB A to Male USB B, 5m 
Cable 

Part No: CDM2UA-M2UB-05BPVC 

 

 

 

 

 

 

 

 

Technical Specifications: 

Contact Resistance 30 mOhm Max. 

Insulation Resistance 1000 mOhm Min. 

Current Rating 1.5 A 

DWV 500 VAC / 60 s at sea level 

Temperature Range -20° ... +80°C 

USB Insulator PBT 

Colour White 

USB Overmold PVC 

Colour  Black 

Metal Shell Copper Alloy, Nickel Plated 

Contact Material Copper Alloy 

Contact Finish 30 µ” min. Au Over 40 µ” min. Nickel 

Cable Length 5m 
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Shielded USB Cable Configuration: 

AWG28/1P + AWG24/2c, PVC, OD: 4.5 mm, Colour: Black 

 

 

 

 

 

 

 

 

 

 

  

 

   




