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Black, White Plastic Sheet, 
1300mm x 500mm x 3mm             

RS Stock No.: 748-1295                

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Solid laminated 
Polycarbonate (PC) 
plastic sheet 
 

• Lightweight and 
hard-wearing 
 

• Resistant to high 
temperatures, 
weather and impact 
 

• Heat resistant 
 

• Length of 1.3 m 
 

• White in colour 
 

• 78 HRE on the 
Rockwell Hardness 
scale 
 

• CSE RF 2/75/A and 
RF 3/77 rating for 
fire safety 
 

• Colour-fast   

FEATURES 
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When you need an engravable panel for either indoor or outdoor signage, turn to this polycarbonate 
plastic sheet. It's made of three layers of plastic that are firmly and permanently bonded together. 
 
This polycarbonate PC sheet can withstand being dropped or scratched. Its triple-layered design means 
it's highly durable, and it's laminated with a transparent film that adds extra strength, rigidity and 
protection. It's also resistant to UV light and heat, so it won't be discoloured or warped by exposure to 
the sun or other heat sources.                                        

 

 

 

Colour Black, White 

Material PC 

Laminated No 

Form Full 

Applications Sign, Display, Engraving Industry   

 

 

 

Electrical Resistance 1 x 1010O, 1 x 1011O (Antistatic)     

 

     

 

Length 1300mm 

Width 500mm 

Thickness 3mm 

Density 1.430g/m³  

Tensile Strength L>100N/mm2, T>70N/mm2  

Hardness 78 HRE on the Rockwell 

Compression Strength >200N/mm2 

 

Product Description 

Mechanical Specifications 

General Specifications 

Electrical Specifications 
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Maximum Operating Temperature  +120°C 

  

 

 

Compliance/Certifications      CSE RF 2/75/A and RF 3/77, RoHS Compliant    

       

 

   

Approvals 

Operation Environment Specifications 


