HRATA BAMFACTIRING 0., LT

Specification of Ceramic Resonator

Type : CSTCS20. 00MX040

1. Nominal Oscillating Frequency :+ 20. 0000MHz
2. Oscillating Frequency Tolerance ’ : £0.50% max.
8. Built-In Capacitance Value : 15 pF = 20 % max. (Ref.)
4. Resonant Impedance : 40Q max. i
‘ P
5. Insulation Resistance : 5x 10® ohm min. (at 10 VD.C.)
6. Withstanding Voltage : 100 V D.C., 5 seconds max.

7. Absolute Maximwm Voltage

(1) Maximum D.C. Voltage :6VDC
. . -
(2) Maximum Input Voltage : 15 Vpp
8. Temperature Characferistic ’ + 0.3 % max. (from initial value)

(Temperature Range : -20 to +80°C)

9. Operating Temperature Range : =20 to +80°C
10. Storage Temperature Range : -55 to +85°C
11. Aging for 10 years . : *+ 0.3 % max. (from initial value)
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12. Dimensions .

W:4.7+0.2

H:4.1x0.2

T :1.7%0.2

[ ]:20.00

* : EIAJ CODE -
UNIT : mm
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0.8+0.2 1.31+0.2 0.8+0.2
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13. Test Circuit
VDD
CERALOCK®
CSTCS20. 00MX040
> Out
To Frequency counter 1C:1/6 TC74;HCU04 9
Rf (Toshiba)
—W— : VDD: +5V 0. 1V
CERALOCK®
—-——D——" RE:IMQ
(1) | : (3)
| | .
| :

_ Each terminal shoud be connected
(2) . correctly to meet specified frequency

tolerance.




