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Specifications:
Contact Resistance: 15 milliohms maximum
Insulation Resistance: 3000 Megohms minimum
Current Rating: 5 Amps DC maximum
Operating Temperature: -40°C to  +85°C

Materials:
Contacts: Phosphor Bronze
Insulator: Engineering Thermoplastic 
(Accepts up to 20 AWG Wire)
Shell: Steel, Tin plated

Filtered d-Sub Solder CuP tailS SoCket

dimensions :

No of contacts 470 pF filter 820 pF filter 5600 pF filter

9 FCE17-E09SM-210 FCE17-E09SM-240 FCE17-E09SM-290
15 FCE17-A15SM-210 FCE17-A15SM-240 FCE17-A15SM-290
25 FCE17-B25SM-210 FCE17-B25SM-240 FCE17-B25SM-290
37 FCE17-C37SM-210 FCE17-C37SM-240 FCE17-C37SM-290




