
FR 

code RS 905-4277 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Spécifications: 
Tension d'entrée nominale           5-30V DC 
Courant d'entrée nominal           6 mA  
Indicateur d'état            LED 
Fréquence de commutation maximale          10 kHz 
Tension nominale de commutation          3-30V DC 
Courant nominale de commutation          100mA 
Chute de tension maximale           <1V 
Température de fonctionnement          -25oC to 60oC 
Température de stockage de           -40oC to 70oC 
Tension assignée de tenue aux chocs           2.5kW 
Longueur de câble à dénuder            7 à 9 mm 
Matériau isolant             PA 
Couple de serrage             0,6 Nm 
Dimensions (H x l x P)             60,8 x 67,5 x 6,1mm 


