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Specification
1. Temperature Range: -50 °C to +200°C（-58°F to +392°F）
2. Accuracy: ± 2 °C （± 4°F）
3. Resolution: 0.1 °
4. Measurement Rate: 1 time per second
5. Auto Power Off: 10 minutes 
6. HI/Low Temperature Alarm   
7. Low Battery Indication
8. Alarm Temperature Range: -40°C to+200°C（-40°F to+392°F）
9. Shut down the alarm by pressing any button

[AL  UP] : HI/Low Temperature Alarm Switch
[HI  SET] : High Temperature Alarm Setting
[LO  SET] : Low Temperature Alarm Setting
[MAX/MIN] : Max/Min Reading


