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RS PRO Bow Shackle, Zinc 
Plated Steel, 2t 
RS Stock No.: 674-099          

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• Gyve provide lifting 
multiple loads due 
to the shape of the 
body to support 
heavier payloads 

 

• Wire Rope Slings 

 

• 20.6 mm jaw width 

 

• Galvanised alloy 
steel Shakes with 
crew pin 

 

FEATURES 
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The usability of Shackles, also referred to as gyve reaches hundreds of years. Shackles built their 
reputation as the simple, but solid construction providing the most cost-effective method of attaching the 
anchor with chain. The primary purpose is lifting heavy objects and equipment.  

 

 

 

Shackle Type Bow Shackle 
Pin Type Screw Pin 
Safe Working Load  2t 
Material  Zinc Plated Steel  

Application 
Wire Rope Slings, Moderate to heavy lifting loads, 
Industrial crane rigging on board large ships, Commonly 
used in personal safety gear including climbing and 
mountaineering harnesses 

 

     

 

Shackle Diameter 12.7mm 
Jaw Width 20.6mm 
Pin Diameter 16mm 

 

 

 

Approved for use at -40°C to 204°C   
 

 

 

Standards Met   BS EN 13889-2003 & Federal Specification RR-C-
271D, Type IVA                 

 

  

 
 

Product Description 
  

Mechanical Specifications 

Approvals 

General Specifications 

Operation Environment Specifications 
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