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BE-20105

SCREWDRIVER ERGO, INSULATED, SLOT,
0422 5x7F5MM, 197MM, 0.4 mm, 2.5 mm, 75
mr 20 mm, 122 mm, 197 mm, 184 in, 2 6164
in,.098 in 53/64 in 4 1316 in.7.3/4 in, 30 g,0.6
o0z, MN,5 7314150033058, 100 f BAHCO

BE-8810S

SCREWDRIVER ERGO, INSULATED, PZ-1,
202MM,PZ 1,PZ 1,80 mm,27 mm,122 mm,202
mm,3.5/32 in,1.1/8 in,4.13/16 in,7.61/64 in,64
a.2.1 0z,N,5,7314150048298,100 / BAHCO

2101 G-1a80IP

180 mm, M5, 7314150106523 100 7
BAHCO,ERGO SIDE CUTTING PLIERS,
180MM, UNPACKED, 180 mm 194 mm, 23
i, 10 mim, 2 mm, 4.0 mm 2.7 mim, 2.3 mm, 230

4

BE-20405

SCEEWDRINER ERGO, INSULATED, SLOT,
08X A3100MM, 222MM, 0.8 mim, 4.0 mm, 100
mirm 20 mm, 122 mm, 222 mm,1/.32 in, 5532
in,3. 1516 in 53/64 in,4 3/4 in 8.3/4in,33 g,1.4
oz, N5 7314150033089, 100 s BAHCO

BE-80505

SCEEWDRIVER ERGO, INSULATED, SLOT,
1XE 5X125MM, 247MM, 1.0 mm, 5.5 mm,125
mim, 27 mm 122 mm, 247 mim, 039 in, 7732
in,4.58/64 in1.1/8 in,4.3/4 in,9.23/32 in,62 g,2.5
oz, MN.5 7314150033096,100 f BAHCO

BE-8820S

SCREWDRIVER ERGO, INSULATED, PZ-2,
222MM,PZ 2,PZ 2,100 mm,26 mm,122 mm,222
mm,3.15/16 in,1.3/8 in 4.13/16 in,8.3/4 in, 110
a,3.5 oz,N,5,7314150048304,100 / BAHCO



