
MODEL EN3500V EN800V

Rated Voltage 110v / 230v 110v / 230v

Outlets
1 x 110v 16A IND
1 x 230v 16A IND

1 x 110v 16A IND
1 X 230v 16A IND

Rated Output 2.8Kw 3.5Kw

Maximum Output 2.8Kw 3.5Kw

Engine G210VG G210VG

Horse Power 7HP 7HP

Oil Alert YES YES

Alternator Sincro EP27 L EP27 L

Fuel Capacity Litre 3 3

Continous Run time Max Power 3.1 Hour 2.3 Hour

Fuel Consumption 360gram / kWh 360gram / kWh

Noise Level 96 96

Starting System Recoil Recoil

Fuel Type Unleaded Petrol Unleaded Petrol

Dimensions 460 x 480 x 640 460 x 480 x 640

Weight 42kg 44kg
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