10 t rolling jack

Description:

e | oad capacity: 10 t.

e Maximum lifting height: 525 mm

e Minimum height under body: 160 mm.
e Fast foot lifting.

e Handle adjustable in 3 positions 90,
135, 180 degrees.

e Overload valve.

e CE Compliance Standard
EN1494+A1.

Diamet Thicknes . Tonne
s E [mm] s [t]
R"'P“o (1)60' 685.0 (1)637' 1637.0  333.0 825' (1)153' 333.0 100  129.0
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