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Datasheet

RS PSU-A400-010 Bench Power Supply With UKAS
Calibration, 1 Output 12V dc, 15V dec,5V dc 1A

RS Stock 537-7557

Specification:
Input Frequency 48 to 63Hz

5V+02Vdc.

12V + 0.3Vd.c.

15V + 0.3Vd.c.
Output Current 1.0 A maximum
Current Limit 1.1A (in overload condition)
Line Regulation <10Mv for 10% input charge
Load Regulation <10Mv for 100% load change
Ripple and Noise <3mV r.m.s.
Dimensions 195 mm x 100 mm x 75 mm
Weight 1.3kg




