
 Pro-Lite™ Low Voltage Dichroic Reflectors
 MR16 50mm Dichroic Lamps Open Front low pressure UV stop 3000hr 

 The Pro-Lite™ Plus dichroic range of lamps offer constant luminous intensity 
 and colour. UV-stop quartz protects against harmful UV radiation. The 
dichroic  reflector reduces the amount of heat in the light beam by 66%. 

  

ORDER CODE Watts Volts Beam Angle Finish Cap/Base
ESX-PROLITE 20w M68 12v  12° Clear Back GX5.3/GU5.3 
BBF-PROLITE 20w M94 12v  24° Clear Back GX5.3/GU5.3
BAB-PROLITE 20w M69 12v  36° Clear Back GX5.3/GU5.3
FMT-PROLITE 35w M71 12v  12° Clear Back GX5.3/GU5.3
FRA-PROLITE 35w M70 12v  20° Clear Back GX5.3/GU5.3
FMW-PROLITE 35w M81 12v  36° Clear Back GX5.3/GU5.3
EXT-PROLITE 50w M49 12v  13° Clear Back GX5.3/GU5.3
EXZ-PROLITE 50w M50 12v  24° Clear Back GX5.3/GU5.3
EXN-PROLITE 50w M58 12v  38° Clear Back GX5.3/GU5.3
FNV-PROLITE 50w M80 12v  60° Clear Back GX5.3/GU5.3
EYJ-PROLITE 75w M82 12v  25° Clear Back GX5.3/GU5.3
EYF-PROLITE 75w M60 12v  14° Clear Back GX5.3/GU5.3
EYC-PROLITE 75w M61 12v  38° Clear Back GX5.3/GU5.3

 MR16 50mm Dichroic Lamps Enclosed Front low pressure UV stop 3000hr 

 The Pro-Lite™ Plus dichroic range of lamps offer constant luminous intensity 
 and colour. UV-stop quartz protects against harmful UV radiation. The 
dichroic  reflector reduces the amount of heat in the light beam by 66%. 

  

ORDER CODE Watts Volts Beam Angle
Lumens 
per watt

Finish Cap/Base

MR16-CG/12/10/PR 10w 12v 36° - Clear Back GX5.3/GU5.3
ESX-P-PROLITE 20w M268 12v 12° 200 Clear Back GX5.3/GU5.3
BBF-P-PROLITE 20w M294 12v 24° 80 Clear Back GX5.3/GU5.3
BAB-P-PROLITE 20w M269 12v 36° 39.5 Clear Back GX5.3/GU5.3
FMT-P-PROLITE 35w M271 12v 12° 220 Clear Back GX5.3/GU5.3
FRA-P-PROLITE 35w M270 12v 20° 85.7 Clear Back GX5.3/GU5.3
FMW-P-PROLITE 35w M281 12v 36° 41.4 Clear Back GX5.3/GU5.3
EXT-P-PROLITE 50w M249 12v 13° 220 Clear Back GX5.3/GU5.3
EXZ-P-PROLITE 50w M250 12v 24° 84 Clear Back GX5.3/GU5.3
EXN-P- PROLITE 50w M258 12v 38° 45 Clear Back GX5.3/GU5.3
FNV-P-PROLITE 50w M280 12v 60° - Clear Back GX5.3/GU5.3
EYJ-P-PROLITE 75w M282 12v 25° - Clear Back GX5.3/GU5.3
EYF-P-PROLITE 75w M260 12v 14° - Clear Back GX5.3/GU5.3
EYC-P-PROLITE 75w M261 12v 38° - Clear Back GX5.3/GU5.3

 MR11 35mm Dichroic Lamps Open Front low pressure UV stop 3000hr 

 The Pro-Lite™ Plus dichroic range of lamps offer constant luminous intensity 
 and colour. UV-stop quartz protects against harmful UV radiation. The 
dichroic  reflector reduces the amount of heat in the light beam by 66%. 

  

ORDER CODE Watts Volts Beam Angle Finish Cap/Base
FTA-PROLITE 12w M64 12v 7° Clear Back GZ4/GU4
FTB-PROLITE 20w M52 12v 10° Clear Back GZ4/GU4
FTC-PROLITE 20w M51 12v 20° Clear Back GZ4/GU4
FTD-PROLITE 20w M62 12v 30° Clear Back GZ4/GU4
FTE-PROLITE 35w M65 12v 10° Clear Back GZ4/GU4
FTF-PROLITE 35w M66 12v 20° Clear Back GZ4/GU4
FTH-PROLITE 35w M199 12v 30° Clear Back GZ4/GU4

  
 MR11 35mm Dichroic Lamps Enclosed Front low pressure UV stop 3000hr 

 The Pro-Lite™ Plus dichroic range of lamps offer constant luminous intensity 
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 and colour. UV-stop quartz protects against harmful UV radiation. The 
dichroic  reflector reduces the amount of heat in the light beam by 66%. 

  

ORDER CODE Watts Volts Beam Angle Finish Cap/Base
M200 10w M200 12v 38° Clear Back GZ4/GU4
FTA-P-PROLITE 12w M264 12v 7° Clear Back GZ4/GU4
FTB-P-PROLITE 20w M252 12v 10° Clear Back GZ4/GU4
FTC-P-PROLITE 20w M251 12v 20° Clear Back GZ4/GU4
FTD-P-PROLITE 20w M262 12v 30° Clear Back GZ4/GU4
FTE-P-PROLITE 35w M265 12v 10° Clear Back GZ4/GU4
FTF-P-PROLITE 35w M266 12v 20° Clear Back GZ4/GU4
FTH-P-PROLITE 35W M2199 12v 30° Clear Back GZ4/GU4

  


