PRODUCT DATA SHEET FIMM)D
TROLLEYS e . 150 - 300 KG

Office trolleys with folding backrest

Trolleys with non-slip sheet metal platform for occasional use:

e  Tray covered with a glued, non-slip, ribbed plastic mat.

e  Hot-mounted grooved bumper.

o Wheels: 2 fixed + 2 swivel, non-marking. Wheels mounted on

nylon bushes for the 150 kg model. Steel-bodied wheels for the
300 kg model.

805 000 085

e Delivered unassembled. Easy to assemble.

805 000 086
Dimensions . . . Height from .
Reference Cu Lxlxh Tray dimensions Plate thickness platform to floor @ Wheels Bandage Weight
805 000 085 150 710 x 455 x 795 610 x 455 19 115 100 TPR 8,5
805 000 086 300 910 x 610 x 860 810x 610 35 190 125 TPE 15

TPE: thermoplastic elastomer / All our dimensions are given in mm

Other models available
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