Sealed Pushbutton Switch

Specification

Contact Material

Copper Alloy, Silver Plated

Terminal Material

Copper Alloy, Silver Plated

Contact Resistance

10 mOhm max @ 2 ... 4 VDC

Contact Configuration DPDT
. 6 A @ 125 VACor 28 VDC
Contact Rat
ontact Rating 3A @ 250 VAC

Insulation Resistance

1000 MOhm min.

Dielectric Strength

1500 VAC for 1 minute

Electrical Life

50000 Make and Break Cycles at Full Load

Operating Temperature Min.

-30°C

Operating Temperature Max. 85 °C
Switch Function On-On
Plunger Length 8.25mm
Bushing Height 14.05 mm

Termination

PC, Through Hole

Case Material

Diallyl Phthalate(DAP)(UL 94V-0).

Plunger Material

Brass, black finish with o-ring sealed

Bushing Material

Brass, black finish with o-ring sealed

External Shell

FR52 (UL 94V-0)

Terminal Seal Epoxy
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