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https://uk.rs-online.com/web/c/relays/
https://uk.rs-online.com/web/c/automation-control-gear/temperature-control-process-heating/general-heating-elements/
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According to

Specification

504290 50 Isolating Transformers + 15=0=230- 400V / 12 =0-12V 131 EMG1558-2-6
504313 50 Isolating Transformers + 15 =0 =230 - 400V / 24 =0 = 24 5.8 EMG1558-2-4
504296 50 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 59 EME1558-2-4
504307 50 Isolating Transformers + 15 = 0 = 230 - 400V / 0 - 230V 243.2 EMG1558-2-4
504303 100 Isolating Transformers + 15 = 0= 230 =400V / 12 =0 =12V 12.8 EMG1558-2-6
504151 100 Isolating Transformers + 15 = 0= 230 = 400V / 24 - 0 - 24V 5.6 EMG1558-2-4
S04161 100 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 59 EME1558-2-4
S04167 100 Isolating Transformers + 15 =0= 230 - 400V / 0 - 230V 244 ENG1553-2-4
504177 150 Isolating Transformers + 15 0= 230- 400V / 12 -0- 12V 12.7 EMG1558-2-4
504155 150 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 581 EME1558-2-4
504173 200 Isolating Transformers + 15=0=230- 400V / 12 =0-12V 12.6 EMG1558-2-6
504123 200 Isolating Transformers + 15 = 0= 230 - 400V / 24 =0 - 24V 5.3 EMG1558-2-4
504133 200 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 57 EME1558-2-4
L04139 200 Isolating Transformers + 15 = 0= 230 - 400V / 0 - 230V 239 ENG61558-2-4
504149 300 Isolating Transformers + 15 0= 230- 400V / 12 -0- 12V 126 EMB1558-2-6
504145 300 Isolating Transformers + 15 = 0= 230 - 400V / 24 -0 - 24V 25.3 EME1558-2-4
504212 300 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 57 EMB1558-2-4
504218 S00 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 56.3 EMG1558-2-4
S04228 500 Isolating Transformers + 15 = 0= 230 - 400V / 0 - 230V 2384 EMG1558-2-4
504224 1000 Isolating Transformers + 15 = 0= 230 - 400V / 55 =0 - 55V 56.1 EME1558-2-4
504234 1000 Isolating Transformers + 15 = 0= 230 - 400V / 0= 230V 2353 EME1558-2-4
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Dimensions:

AxBxC|[mm]
50 B x 91 x Bd
100 B4 x91x97
150 108 x 110 x 90
200 108 x 110 x 114
300 120 x 130 x 143
500 120x 130 % 143
1000 150 x 155 x 175

D xE [mm)
G % 6d
B4 x 72
Bdx72
Bdx92
90 x 106
S0x 106

122 x 132

F [mm]
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19

25

35
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14.6
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	RS 300VA Pro 隔离变压器、 230 v 交流、 245 v 交流、 400 v 交流、 415 v 交流初级 1 x 、 ±24V 交流次级

