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Technologies

SERIE MS

Les contacteurs a flotteur avec embouts de cable de la série MS sont congus
pour contrler les niveaux de grands bacs, de citernes ou de réservoirs et
peuvent étre directement installés sur des pompes submersibles. Leur boitier
est fabriqué en polyéthyléne (HDPE) moulé par soufflage avec un cable en PVC
de 5 m et muni d'une ligne de terre dans le modéle standard*. L’é/ément de
commutation est un microrupteur doté des approbations UL, VDE et CENELEC,
activé par une bille en acier inoxydable mobile et présentant une durée de vie
électrique de 200 000 opérations. Du polyuréthane expansé cellules fermées
non hygroscopique a été injecté sur le pourtour du boitier du contacteur, dans
I'enveloppe extérieure pour sceller I'appareil hermétiquement. Le contacteur
peut fonctionner a une profondeur de 100 métres.

Sa version « U », dotée d’un cable en polyuréthane, est destinée au traitement
du mazout.

Caractéristiques du produit

* = ligne de terre non comprise dans les modgles « C » (INV). * Commutation de puissance directe
e Cables porteurs

e Capacité de fonctionnement a une profondeur de 100 metres

6 SPECIFICATIONS
Techniques

Courant de oc;r:;nutation max. Courarrrllta r;ominal c'(l;(:?;iltj)tr; t(ij:n - - Plage de temp. .

Forme de . max. MateAnau Longyeur Matériau Pression
Réf. piece contact CA ducable | du ble du corps max.
cC

Résistif Inductif (Sﬁ) ((‘)A(,)) CA CcC °C °F
MS10A N/O 10 4 1 750 24 250 24 PVC 5m HDPE | 0-45 | 32-113 10 bar
MS10AU N/O 10 4 1 750 24 250 24 PUR 5m HDPE | 0-45 | 32-113 10 bar
MS10B N/C 10 4 1 750 24 250 24 PVC 5m HDPE | 0-45 | 32-113 10 bar
MS10BU N/C 10 4 1 750 24 250 24 PUR 5m HDPE | 0-45 | 32-113 10 bar
MS10C C/0 10 4 1 750 24 250 24 PVC 5m HDPE | 0-45 | 32-113 10 bar
MS10CU C/0 10 4 1 750 24 250 24 PUR 5m HDPE | 0-45 | 32-113 10 bar
MS20A N/O 10 8 2 1500 | 48 250 24 PVC 5m HDPE | 0-45 | 32-113 10 bar
MS20AU N/O 10 8 2 1500 | 48 250 24 PUR 5m HDPE | 0-45 | 32-113 10 bar
MS20B N/C 10 8 2 1500 | 48 250 24 PVC 5m HDPE | 0-45 | 32-113 10 bar
MS20BU N/C 10 8 2 1500 | 48 250 24 PUR 5m HDPE | 0-45 | 32-113 10 bar
MS20C C/0 10 8 2 1500 | 48 250 24 PVC 5m HDPE | 0-45 | 32-113 10 bar
MS20CU C/0 10 8 2 1500 | 48 250 24 PUR 5m HDPE | 0-45 | 32-113 10 bar
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e INSTALLATION

cable entrance

external counterweight

Détails de cablage

Forme de contact = Type de contact | Cables
A Normalement ' Brun/Noir
ouvert
B Normalement | Brun/Bleu
fermé
Brun/Noir | Normalement
ouvert
C Inverseur
Brun/Bleu | Normalement
fermé

Remarque : « Normalement » implique « Absence de liquide »

DIMENSIONS

Toutes les dimensions sont en millimeétres.

e . Adjustable Counterweight/Prvot
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OPTIONS DE COMMANDE

MS 10 A U 10

Sée |

Courant max.

Forme de contact

A=n/o
B =n/f
C=inv

Revétement des cables

Non indiqué = PVC
U = Polyuréthane
W = approuvé par la WRAS (voir MS WRAS)

Longueur de cable en métres

Non indiquée = 5M standard

Sensata Technologies, Inc. (“Sensata”) data sheets are solely intended to assist designers (“Buyers”) who are developing systems that
incorporate Sensata products (also referred to herein as “components”). Buyer understands and agrees that Buyer remains responsible
for using its independent analysis, evaluation and judgment in designing Buyer’s systems and products. Sensata data sheets have

been created using standard laboratory conditions and engineering practices. Sensata has not conducted any testing other than that
specifically described in the published documentation for a particular data sheet. Sensata may make corrections, enhancements,
improvements and other changes to its data sheets or components without notice.

Buyers are authorized to use Sensata data sheets with the Sensata component(s) identified in each particular data sheet. HOWEVER, NO
OTHER LICENSE, EXPRESS OR IMPLIED, BY ESTOPPEL OR OTHERWISE TO ANY OTHER SENSATA INTELLECTUAL PROPERTY RIGHT, AND
NO LICENSE TO ANY THIRD PARTY TECHNOLOGY OR INTELLECTUAL PROPERTY RIGHT, IS GRANTED HEREIN. SENSATA DATA SHEETS
ARE PROVIDED “AS IS". SENSATA MAKES NO WARRANTIES OR REPRESENTATIONS WITH REGARD TO THE DATA SHEETS OR USE

OF THE DATA SHEETS, EXPRESS, IMPLIED OR STATUTORY, INCLUDING ACCURACY OR COMPLETENESS. SENSATA DISCLAIMS

ANY WARRANTY OF TITLE AND ANY IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR A PARTICULAR PURPOSE, QUIET
ENJOYMENT, QUIET POSSESSION, AND NON-INFRINGEMENT OF ANY THIRD PARTY INTELLECTUAL PROPERTY RIGHTS WITH REGARD
TO SENSATA DATA SHEETS OR USE THEREOF.

All products are sold subject to Sensata’s terms and conditions of sale supplied at www.sensata.com SENSATA ASSUMES NO LIABILITY
FOR APPLICATIONS ASSISTANCE OR THE DESIGN OF BUYERS' PRODUCTS. BUYER ACKNOWLEDGES AND AGREES THAT IT IS SOLELY
RESPONSIBLE FOR COMPLIANCE WITH ALL LEGAL, REGULATORY AND SAFETY-RELATED REQUIREMENTS CONCERNING ITS PRODUCTS,
AND ANY USE OF SENSATA COMPONENTS IN ITS APPLICATIONS, NOTWITHSTANDING ANY APPLICATIONS-RELATED INFORMATION
OR SUPPORT THAT MAY BE PROVIDED BY SENSATA.

Mailing Address: Sensata Technologies, Inc., 529 Pleasant Street, Attleboro, MA 02703, USA.
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CONTACT US

+44 (0)1202 897969
support@sensata.com
Sensata | Cynergy3

7 Cobham Road,

Ferndown Industrial Estate,
Wimborne, Dorset,

BH21 7PE, United Kingdom

www.sensata.com





