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T®-Stripper Wire Strippers

Kinetic® ™ T®-Stripper 
Wire Strippers

• Form-ground, knife-type blades for 
accurate, easy stripping without
nicking conductor

• Laser-etched wire 
gauge for easy-to-
read visibility

• Spring-loaded automatic opening

• Corrosion-resistant, black oxide finish

• Tough steel construction

• Non-slip textured
grips and thumb rest

• Plier nose for holding
and twisting wires

• Slide lock for safety and storage

• Thumb and finger valley makes stripping easy
and accurate

Description Solid Stranded Part No.

T®-5 T®-Stripper 
Wire Stripper

10-18 AWG 12-20 AWG
45-119*

T®-5 T®-Stripper 
Wire Stripper 45-120

T®-6 T®-Stripper 
Wire Stripper 14-24 AWG 16-26 AWG 45-121

T®-7 T®-Stripper 
Wire Stripper 22-30 AWG 24-32 AWG 45-125

T®-8 T®-Stripper 
Wire Stripper 6-14 AWG 8-16 AWG 45-124

T®-Stripper Wire 
Stripper – Metric 0,75-6mm2 45-120-341

T®-Stripper Wire 
Stripper – Metric 0,5-4mm2 45-125-341

Description Solid Stranded Part No.

Kinetic® Reflex™ 
T®-Stripper 
Wire Stripper

10-18 AWG 12-20 AWG 45-915

6-14 AWG 8-16 AWG 45-918

Description Solid Stranded Part No.

Kinetic® Super 
Wire Stripper

10-18 AWG 12-20 AWG 45-715

14-24 AWG 16-26 AWG 45-716

6-14 AWG 8-16 AWG 45-718

45-120

45-915

45-715

™  Super T®-Stripper 
Wire Strippers

™ Premium 
T®-Stripper Wire Strippers

• 6/32 and 8/32 self-
chasing screw-cutting
holes

• Ergonomic design for maximum comfort

• Curved handles help reduce wrist fatigue

• Textured sleeves with extra cushioning for added
comfort

• Ergonomic design for maximum 
comfort

• Curved handles help
reduce wrist fatigue

• Textured sleeves with extra
cushioning for added comfort

Description Solid Stranded Part No.

Reflex™ Super 
T®-Stripper Wire Stripper

8-16 AWG 10-18 AWG
45-615

45-619*

6-14 AWG 8-16 AWG 45-618

Reflex™ Super 12/2 & 14/2 
NM Cable T®-Stripper 
Wire Stripper

12-2 and 
14-2 AWG

— 45-621

Description Solid Stranded Part No.

Reflex™ Premium 
T®-Stripper Wire 
Stripper

10-18 AWG 12-20 AWG 45-415

14-24 AWG 16-26 AWG 45-416

22-30 AWG 24-32 AWG 45-417

6-14 AWG 8-16 AWG 45-418

Reflex™ Premium 
T®-Stripper – Metric 0,5mm2-4,0mm2 45-425-341

45-615

45-415

Kinetic® Super Wire Strippers
• Non-slip textured grips

and thumb rest

• Plier nose for holding
and twisting wires

• Slide lock for safety and storage

• Thumb and finger valley makes stripping
easy and accurate

*Handle contains red, white and blue grips.

*Handle contains red, white and blue grips.

Description Solid Stranded Part No.

T®-Stripper Wire Stripper 10-20 AWG 12-22 AWG 45-220

Reflex™ Super T® Stripper 
Wire Stripper 10-18 AWG 16-26 AWG 45-221

Reflex™ Super T® Stripper 
Dual NM Wire Stripper 12/2 & 14/2 — 45-222

T®-Stripper Wire Strippers 
(Stainless Steel)      
• 6/32 and 8/32

self-chasing 
screw-cutting holes  

• Ergonomic design for
maximum comfort  

• Curved handles help reduce wrist fatigue  

• Textured sleeves with extra cushioning for
added comfort  
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