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CAT6 UTP Snagless Patch cable - LSZH
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(A). *PIN OUT* 568B (Standard)

ITEM.

RJ-45,PLUG 8P8C,Un-shielded

PIN GOLD PLATED 50Micro-inch ,2 Prongs, UL94V-0

JACKET: LSZH OD: 6.0mm

Cable Structure:U/UTP 24AWG 4 PAIR PATCH CABLE CAT6

MOLDING: PVC
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NOTE: 
see page 2 for SKU list
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CAT6 UTP Snagless Patch cable - LSZH
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