
ENGLISH

Datasheet
Hexagon Head Bolt – DIN 931
Grade 8.8 Plain Finish
Thread lengths up to 125mm= 2xdiameter plus 6mm 
125mm – 200mm = 2xdiameter plus 12mm

d1 M8 M10 M12 M16 M20

e 14.38 18.90 21.10 26.75 35.72

k 5.3 6.4 7.5 10 13

s 13 17 19 24 30

Please view our full range listing below

RS Stock No   Size
 

1925496 M8 x 30

1925497 M8 x 40

1925498 M8 x 50

1925500 M8 x 60

1925501 M8 x 70

1925502 M8 x 80

1925503 M10 x 40

1925504 M10 x 50

1925505 M10 x 60

1925507 M10 x 70

1925508 M10 x 100

1925509 M10 x 110

1925510 M10 x 120

1925511 M12 x 40

1925513 M12 x 50

1925514 M12 x 70

1925515 M12 x 80

1925516 M12 x 90

1925517 M12 x 110

1925518 M12 x 120

1925519 M16 x 45

1925520 M16 x 50

1925521 M16 x 60

1925522 M16 x 65

1925523 M16 x 70

1925524 M16 x 80

1925525 M16 x 90

1925526 M16 x 100

1925527 M16 x 110

1925528 M16 x 120

1925529 M20 x 60

1925530 M20 x 70

1925531 M20 x 80

1925532 M20 x 90

1925533 M20 x 100

1925534 M20 x 110

1925535 M20 x 120

1925536 M20 x 150
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