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 Available in 0.5M, 1M, 2M, 3M, 5M, 10M, 15M, 20M & 25M Lengths 

 SVGA Monitor Extension Cable 

 HD15 Male to Female 

Super VGA cables constructed using UL2919 approved 28awg triple mini coaxial and 

5 30awg conductor cables, this allows them to be used for extended distances. Triple 

shielded with copper braid, foil and drain wire. 

SVGA Extension Cable 

Specification 

Article Number Decription Length 

121-6609 

SVGA Extension Cable 

0.5M 

121-6611 1M 

121-6613 2M 

121-6615 3M 

121-6618 5M 

121-6620 10M 

121-6621 15M 

121-6623 20M 

121-6625 25M 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price.
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