SANDVIK BAHCO
End cutting pliers

527D

ﬁAN DVI E

1ISO: 5748

DIN: 5748

Finish: phosphated, anti-corrosion treated.

Material: Chrome-Vanadium steel. Handles of orange PVC

Cutting capacity: piano wire

Product  EAN code A B C D E F G Max o
code 731415+ 257 mm mm mm mm mm mm mm cutting
: ; : : capacity

527D-125 0032716 3 125 6 25 19 25 25 19 15 140
527D-160 0032723 3 160 7 26,5 21 30 30 21 20 205
527D-200 0032730 3 200 7 31 27 30 30 31 25 320

End cutter/
Fencing pliers

1519D

Finish: black oxidised.

Material: Chrome-Vanadium steel.

Shape: extra long handles ensure favourable leverage and consequently high cutting
capacity.

Spare parts: with replaceable blades secured in place by means of one screw per
blade.

Cutting capacity: piano wire

Prcductr EAN code A... B Cc D E ; F G Max

code 731415+ &7 mm mm mm mm mm mm  mm cutting 6%
capacity

1519D 0032747 3 230 105 37 25 25 115 25 25 450

Spare jaws

1519-9 0026074 1 2 pcs jaws and screws 30

394



