


SOCKETS 1/2” [
(o
7800SM HEXAGON METRIC
m Standard length sockets, 1/2” square drive
m  Hex profile, metric sizes
m  Not suitable for machine operation
m High performance alloy steel
m  High polished finish
n  Knurled
m SO 2725/1174
= DIN 3124/3120
m  SB = Retail packed on a plastic info card
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. 7800SM-8 1830793 10 8 38 12.9 220 42
e " > 7800SM-9 1830809 10 9 38 14.2 220 42
7800SM-10 1097851 10 10 38 154 22.0 51
7800SM-11 1097868 10 " 38 16.6 22.0 51
7800SM-12 1097875 10 12 38 179 22.0 51
78008M-13 1097882 10 13 38 191 220 53
7800SM-14 1097899 10 14 38 204 220 54
78008SM-15 1097905 10 15 38 21.6 220 64
7800SM-16 1097912 10 16 38 229 220 64
7800SM-17 1097929 10 17 38 241 23.0 72
7800SM-18 1097936 10 18 38 254 23.5 76
7800SM-19 1097943 10 19 38 26.6 24.0 80
7800SM-21 1097967 5 21 39 291 25.0 102
7800SM-22 1097974 5 22 39 304 255 109
7800SM-23 1097981 5 23 40 316 26.0 109
7800SM-24 1097998 5 24 41 32.9 26.5 121
7800SM-25 1098001 5 25 42 34.1 27.0 124
7800SM-26 1830823 5 26 43 354 28.0 136
7800SM-27 1098025 5 27 44 36.6 29.0 173
7800SM-28 1830830 5 28 45 37.9 29.0 173
7800SM-30 1098056 5 30 47 40.4 29.5 189
7800SM-32 1098063 5 32 47 429 30.5 227
7800SM-34 3011305 5 34 47 43.0 42.0 228
7800SM-36 1098087 1 36 57 50.0 42.0 315
SB7800SM-8 0104680 1 8 38 12.9 22.0 42
SB7800SM-9 0104697 1 9 38 14.2 220 42
SB7800SM-10 0104703 1 10 38 154 220 51
SB7800SM-11 0104710 1 " 38 16.6 22.0 51
SB7800SM-12 0104727 1 12 38 17.9 220 51
SB7800SM-13 0104734 1 13 38 19.1 220 53
SB7800SM-14 0104741 1 14 38 204 220 54
SB7800SM-15 0104758 1 15 38 21.6 220 64
SB7800SM-16 0104765 1 16 38 22.9 22.0 64
SB7800SM-17 0104772 1 17 38 241 23.0 72
SB7800SM-18 0104789 1 18 38 254 235 76
SB7800SM-19 0104796 1 19 38 26.6 24.0 80
SB7800SM-21 0104819 1 21 39 29.1 25.0 102
SB7800SM-22 0104826 1 22 39 304 255 109
SB7800SM-23 0104833 1 23 40 31.6 26.0 109
SB7800SM-24 0104840 1 24 41 32.9 26.5 121
SB7800SM-25 0104857 1 25 a1 341 27.0 124
SB7800SM-26 0104864 1 26 43 354 28.0 136
SB7800SM-27 0104871 1 27 44 36.6 29.0 173
SB7800SM-28 0104888 1 28 45 379 29.0 173
SB7800SM-30 0104895 1 30 47 404 29.5 189
SB7800SM-32 0104901 1 32 47 42.9 30.5 227



