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RS PRO Type J Thermocouple 
20mm Length, 6mm Diameter 

→ +600°C 

RS Stock No.: 324-1894   

 

 

 

 

 

 

 

 

 

 

 

 

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 Adjustable bayonet 
probe 

 

 Rugged 316 
stainless steel 
sheath for 
resistance to 
corrosion 

 

 Grounded hot 
junction 

 

 Fast response time 

 

 
 Robust glass fibre 

stainless steel over 
braid wire 

 

FEATURES 
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From RS Pro a range of Type J thermocouple temperature sensors that conform to IEC 60584 
standards. These Type J thermocouples have a durable design with glass fibre insulated wires 
surrounded by a stainless steel braid and a probe enclosed in a rugged 316 stainless sheath. The 
end of the probe is fitted with a spring loaded latch mounting 2 slot bayonet connector. This 
connector allows the thermocouple to be fitted securely. The grounded hot junction of this 
thermocouple allows it to have a fast response time 
 
 
 
 

 

 

 

Thermocouple Type                   Type J 

Temperature Measurement Range 0°C to 600°C 

Construction 
Bayonet lock 2 nick type A Ø10.5 x 14  mm, assembly 
on 250 mm long compression spring 

Measuring Junction Grounded 

Response Time 0.7s 

Application 

General purpose. High temperature Oxidizing 
environment, applications where the thermocouple 
sensor tip is fitted directly into a drilled hole or recess in 
machinery. Typical applications include temperature 
measurement in the plastics and rubber industry where 
they are used in extrusion and moulding machinery 

  

 

 

Probe Diameter 6mm 
Probe Length 20mm 
Probe Body Material 316Stainless Steel 
Insulation / Sheath Material  Glass Fibre     
Termination Type Cable 
Compensating Cable Length 2.5m    
Cable Insulation Exterminable insulation steel braid 

 

 

 

Product Description 

Mechanical Specifications 

General Specifications 
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Compliance/Certifications IEC 60584 

Standards Met      RoHS Compliant 
Hazardous Area Certification  RoHS Compliant 

 

 

 

 

Approvals 
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