GRUPPO

KERT

Stabilized power supply 13 ,8Vdc BA.

KAT10

Features
Input Features
Input valtage: 230,00 +10% Yac Ripple (mb, ) 20,00
Frequency (Hz): a0+60 Input protections:
Fuse
Output
Qutput protections:
Qutputwoltage: 120138 £1,5% Yde Thermal - Cwerload - Short-cirucit - Reverse polarity
Rated current. 6,00 IF rating IP20
Current protectionfLimitation: 10 Cooling: Forced air convection
Connections Warking temperature (°C): 0- 50
Input; Relative humidity (%3: 0 - 94
Schuko plug
Qatput;

Banana female connector

Suggested applications:
Installation;

Deskiop

Dimensions
Dimensions {mm: W128,00% H97,00% D 210,00
Weight (k). 2,66
Standards:
200B/95/EC Directive
20041 DB/EC Directive
CEIEM B0350-1
CEIEM B1000-3-2
CEIEM B1000-3-3
CEIEM B1000-4-5



