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NOTES:

Normal Geometric Tolerancing

- // = L
0 to 100 0.2 0 to 10 0.2
over 100 to 150 0.3| 0.3
over 150 0.5 over 10 0.3

Normal Dimension
Tolerances

0~30 +0.20 0~30 +0.25
over 30~53 +0.25| over 30~53 +0.30
over 53~70 +0.30| over 53~70 +0.35
over 70~90 +0.35| over 70~90 +0.44
over 90~115 | £0.44| over 90~115 |=+0.55
over 115~150 | £0.55| over 115~150 | +0.70
over 150~200 | £0.70| over 150~200 | £0.85
over 200~250 | £0.85| over 200~250 | +1.00
over 250~320 | £1.00| over 250~320 | £1.20

Total Pitch Tolerances

1.Rating: Input : 5~30VDC
Output : 3~30VDC 10A
2.Insulation Withstands Voltage:
AC 2500V at 1 minute
3.Insulation Resistance:

IN 2 DC 5~30V ~Sl© 500M L or more at DC500V
OUT : DC 3~30V 10A © < 4.Operation Temperature Range:
c@ususmn c€ —25°C~+60C
DMER-5C-S11505 5.Suitable Electric Wire: AWG 24~12
6.RoHS Compliance
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