
Spur Gears 0.5 MOD - 20° p.a.
Steel EN8, (080M40/080M46) or equivalent 

    

Intermediate sizes & Special gears to drawing up to 1000mm diameter 
Standard : to DIN 867, DIN 3962, DIN 3963,  Grade / Quality 9 or 
Equivalent  
Standard tolerances, unless otherwise stated ±0.25mm.  
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B 
SSN05/10B** B 10 5 3 7 6 12 5

SS05/12B B 12 6 2 4 7 8 4
SSN05/12B** B 12 6 3 8 7 12 5

SS05/15B B 15 7.5 3 6 8.5 8 4
SSN05/15B** B 15 7.5 4 9 8.5 12 5

SS05/16B B 16 8 3 6 9 8 4

SS05/20B B 20 10 3 8 11 8 4
SSN05/20B B 20 10 4 9 11 9 4

SS05/24B B 24 12 3 8 13 8 4

SS05/25B B 25 12.5 4 10 13.5 8 4
SSN05/25B B 25 12.5 4 9 13.5 9 4

SS05/30B B 30 15 4 10 16 8 4
SSN05/30B B 30 15 4 9 16 9 4

SS05/32B B 32 16 4 12 17 8 4

SS05/35B B 35 17.5 4 12 18.5 8 4
SSN05/35B B 35 17.5 4 9 18.5 9 4

SS05/36B B 36 18 4 12 19 8 4

SS05/40B B 40 20 4 12 21 8 4
SSN05/40B B 40 20 4 9 21 9 4

SS05/45B B 45 22.5 5 15 23.5 8 4
SSN05/45B B 45 22.5 4 10 23.5 9 4

SS05/48B B 48 24 5 15 25 8 4

SS05/50B B 50 25 5 15 26 8 4
SSN05/50B B 50 25 4 10 26 9 4

SS05/55B B 55 27.5 5 15 28.5 8 4

SS05/60B B 60 30 5 20 31 8 4
SSN05/60B B 60 30 4 10 31 9 4

SS05/64B B 64 32 5 20 33 8 4

SS05/65B B 65 32.5 5 20 33.5 8 4

SS05/70B B 70 35 5 20 36 8 4

SS05/72B B 72 36 5 20 37 8 4

SS05/75B B 75 37.5 5 20 38.5 8 4

SS05/80B B 80 40 5 20 41 8 4

SS05/90B B 90 45 6 25 46 8 4

SS05/96B B 96 48 6 25 49 8 4

SS05/100B B 100 50 6 25 51 8 4

SS05/120B B 120 60 6 25 61 8 4

Type B 

** Gears SSN05/10B, SSN05/12B & SSN05/15B are hobbed type pinions and have cutter runout after the face width Length.
Gear SSN05/10B comes with 1 x M3 screw fitted. All other sizes come with 2 x M3 fitted at 180 degrees.

       

ENGLISH 
 
 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 


