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Ring Tongue Terminals
(Insulation Restricting)
(Continued)

4 .250 .171 .637 .765 Blue/Green .078-.130 52274-1 —6.35 4.34 16.18 19.43 1.98-3.30
.250 .171 .637 .765 Blue/Green .078-.130 2-320561-4 —

6 6.35 4.34 16.18 19.43 1.98-3.30
M3.5 .312 .281 .747 .906 Blue/Green .078-.130 51864-8* 1-51864-47.92 7.14 18.97 23.01 1.98-3.30

8 .312 .281 .747 .906 Blue/Green .078-.130 1-51864-1* 1-51864-7M4 7.92 7.14 18.97 23.01 1.98-3.30
14 .033 10 .312 .281 .747 .906 Blue/Green .078-.130 51864-9* 1-51864-54,234 0.84 7.92 7.14 18.97 23.01 1.98-3.30[2.15]

1/4 .469 .437 .903 1.140 Blue/Green .078-.130 2-320563-4 —M6 11.91 11.10 22.94 28.96 1.98-3.30
5/16 .469 .437 .903 1.140 Blue/Green .078-.130 2-320575-3 —M8 11.91 11.10 22.94 28.96 1.98-3.30

3/8 .531 .546 1.012 1.280 Blue/Green .078-.130 2-320564-2 —13.49 13.87 25.70 32.51 1.98-3.30
1/2 .713 .530 .996 1.355 Blue/Green .078-.130 2-328976-2 —M12 18.11 13.46 25.30 34.42 1.98-3.30
6 .375 .302 .958 1.148 Yellow/Yellow .095-.200 2-36161-5 —M3.5 9.53 7.67 24.33 29.16 2.41-5.08
8 .375 .302 .958 1.148 Yellow/Yellow .095-.200 2-320568-2* —M4 9.53 7.67 24.33 29.16 2.41-5.08

10 .375 .302 .958 1.148 Yellow/Yellow .095-.200 2-36161-3* —9.53 7.67 24.33 29.16 2.41-5.08
12 .042 1/4 .531 .468 1.124 1.392 Yellow/Yellow .095-.200 2-320569-5 —6,654 1.07 M6 13.49 11.89 28.55 35.36 2.41-5.08[3.37]

5/16 .531 .468 1.124 1.392 Yellow/Yellow .095-.200 2-320576-2 —M8 13.49 11.89 28.55 35.36 2.41-5.08

3/8 .593 .531 1.187 1.486 Yellow/Yellow .095-.200 2-320577-1 —15.06 13.49 30.15 37.74 2.41-5.08
1/2 .715 .474 1.130 1.490 Yellow/Yellow .095-.200 52077-1 —M12 18.16 12.04 28.70 37.85 2.41-5.08
6 .375 .302 .958 1.148 Yellow/Brown .119-.200 2-36161-6 3-36161-0M3.5 9.53 7.67 24.33 29.16 3.02-5.08
8 .375 .302 .958 1.148 Yellow/Brown .119-.200 2-320568-3* —M4 9.53 7.67 24.33 29.16 3.02-5.08

10 .375 .302 .958 1.148 Yellow/Brown .119-.200 2-36161-4 2-36161-89.53 7.67 24.33 29.16 3.02-5.08
10 .042 1/4 .531 .468 1.124 1.392 Yellow/Brown .119-.200 2-320569-6 2-320569-812,066 1.07 M6 13.49 11.89 28.55 35.36 3.02-5.08[6.11]

5/16 .531 .468 1.124 1.392 Yellow/Brown .119-.200 2-320576-3 —M8 13.49 11.89 28.55 35.36 3.02-5.08

3/8 .593 .531 1.187 1.486 Yellow/Brown .119-.200 2-320577-2 —15.06 13.49 30.15 37.74 3.02-5.08
1/2 .715 .474 1.130 1.490 Yellow/Brown .119-.200 52077-2 —M12 18.16 12.04 28.70 37.85 3.02-5.08

*Available in small packaging quantities.
Note: “C” dimension applies from edge of metal wire barrel to center of stud hole.
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