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https://uk.rs-online.com/web/p/products/6831605/
https://uk.rs-online.com/web/p/products/6831614/
https://uk.rs-online.com/web/p/products/464482/
https://uk.rs-online.com/web/p/products/6831617/
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Stock Number | Wire Size mm’ L c D French Colour
157-1216 0.25 8 0.8 1.1 VIOLET
157-1238 0.34 B 0.8 1.1 PINK

458-689 0.5 B 1 1.3 WHITE
458-695 0.75 8 1.2 1.5 BLUE
250-3422 0.75 12 1.2 1.5 BLUE
458-702 1 8 1.4 1.7 RED
250-3438 1 12 1.4 1.7 RED
458-718 1.5 8 1.7 2 BLACK
250-3444 1.5 18 1.7 2 BLACK
458-724 2.5 8 2.3 2.6 GREY
250-3450 2.5 18 2.3 2.6 GREY
458-730 4 12 2.8 3.2 ORANGE
250-3466 4 18 2.8 3.2 ORANGE
458-897 6 12 3.5 3.9 GREEN
250-3472 6 18 3.5 3.9 GREEN
157-1244 10 12 4.5 4.9 BROWN
250-3488 16 12 5.8 6.2 IVORY
250-3494 25 16 7.5 7.9 BLACK
311-7870 35 25 8.3 8.7 RED
311-7886 50 25 10.3 10.9 BLUE
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	RS Pro 接插口线箍、 12mm 引脚长度、 3.2mm 引脚直径、 4mm² ² 电线尺寸 Orange
	RS 号： 458-730

