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Product data sheet
Characteristics

NSYSFD186T
Spacial SF transparent door - 1800x600 mm

Main
Range Spacial
Accessory / separate
part category

Enclosure accessory

Product or component
type

Door

Application Multi-purpose
For enclosure nominal
dimensions

-

Mounting location Side
Front

Range compatibility Spacial SF
Device composition 1 door

1 lock with handle and 5 mm double bar insert
1 locking bar system 4 points
4 hinges
4 locking bar catches

Quantity per set Set of 1

Complementary
Material Door: Securit glass

Door: sheet steel
Colour Grey (RAL 7035)
Surface finish Epoxy-polyester powder
Lock type Lock 5 mm double bar
Number of locks 1
Door type External transparent
Door opening side Reversible (120 °)
Height 1800 mm nominal:
Width 600 mm nominal:

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope) EU RoHS

Declaration
Mercury free Yes
RoHS exemption information Yes
China RoHS Regulation China RoHS Declaration
Environmental Disclosure Product Environmental Profile

Contractual warranty
Warranty 18 months

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=10175442&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10175442&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10175442&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10175442&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=10175442&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP110923EN

