
Product data sheet
Characteristics

VLSHA7
TeSys VLS - handle adapter for 7 mm shaft

Product availability : Stock - Normally stocked in distribution facility

Price** : 13.70 USD

Main
Range TeSys
Device short name VLSH
Product or component type Rotary handle
Range compatibility TeSys VARIO LS VLS3P
Handle colour Black
Rotary handle padlocking Without

Complementary
Tightening torque 7.08 lbf.in (0.8 N.m)
Height 1.28 in (32.4 mm)
Width 1.28 in (32.5 mm)
Depth 1.31 in (33.3 mm)
Net weight 0.02 lb(US) (0.01 kg)

Ordering and shipping details
Category 21734 - TESYS VLS DISCONNECT SWITCHES
Discount Schedule CP1
GTIN 00785901578154
Returnability Yes
Country of origin IT

Offer Sustainability
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Compliant

EU RoHS Declaration
Toxic heavy metal free Yes
Mercury free Yes
RoHS exemption information Yes
China RoHS Regulation China RoHS declaration

Pro-active China RoHS declaration (out of China RoHS legal scope)

D
is

cl
ai

m
er

: T
hi

s 
do

cu
m

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

May 29, 2020

1

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=460091142&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=460091142&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=460091142&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=460091142&lang=en-us

