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RS Stock number 327-8650 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

 
 
 

  

Specifications: 
 
• Bend Radius:                  38mm 
• Colour:                            Grey 
• Inner Diameter:             38mm 
• Length:                            10m 
• Material:                         PVC 
• Reinforced:                     Yes 
• Suitable Applications:   Gas, saw dust, shot recovery,  
                                               wood chip 
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