INTERNATIONAL
Lam Amps/ Life Filament
T-3a 10mm Num%er Volts Watets Lumens MSCP (hours) Shape
Miniature Bayonet | CM49 2:0 0-06A 0-50 0-04 1,000 S-2
BA9s (MCC) CcM43 25 0-50A 6-30 0-50 3,000 C-2R
CM45 32 0-35A 6-50 0-52 3,000 C-2R
w438 5.0 0-05An:. 1-00 0-08 1,000 C-2R
w440 50 0-09A 310 0-25 750 C-2R
10-30

- CM1850 50 0-09A 310 0-25 750 C-2R
W442 5.0 0-10A 410 0-33 200 C-2R
; W444 5.0 0-30A 15-50 1.23 250 C-2R
[ , w1140 6-0 0-075A 4-00 0-32 100 C-6
w1212 6-0 1-2W 3-80 0-30 15,000 C-2R
' w1211 6-0 2-0W 6-30 0-50 15,000 C-2R
CM755 63 0-15A 410 0-33 15,000 C-2R
CM1847 6-3 0-15A 4-80 0-38 7,500 C-2R
CM47 63 0-15A 6-50 0-52 3,000 C-2R
* CM44 63 0-25A 11.30 0-90 3,000 C-2R
W44 63 0-25A 11-30 0-90 3,000 C-2R
CM239 6-3 0-36A 8-40 0-67 10,000 C-2R
w476 65 0-15A 6-00 0-48 3,000 C-2R
W484 65 0-25A 11-00 0-88 3,000 C-2R
O L W504 65 0-30A 12-00 0-96 4,000 C-2R
I "] wi21s 7.0 0-10A 310 025 5,000 C-2R
i W540 8-0 0-15A 7-50 0-60 3,000 C-2R
\ W528 80 0-30A 14-50 1-15 4,000 C-2R
— 2 w1280 10-0 0-138A 1100 0-88 300 c-2v
‘ w1221 12.0 1-2W 3-10 0-25 10,000 C-2F

Max ——=
W1202 12.0 0-12A 3-10 0-25 20,000 C-2F
*Overall Length:- w643 12.0 0-183A  11-00 0-88 3,000 c-2v
30-0mm max. for CM w1222 12-0 2.0W 6-30 0-50 10,000 C-2F
prefixed types 28-0mm max. CM756 14.0 0-08A 3-90 0-31 7,500 C-2F
for all other types CM1815 14.0 0-20A 17-60 1.40 3,000 c-2v
CM1891 14-0 0-24A 25.00 2.00 500 C-2F
CM1893 14.0 0-33A 25.00 2.00 3,000 C-2F
CM1813 14-4 0-10A 10-81 0-86 1,000 c-2v
w1813 14-4 0-10A 10-81 0-86 1,000 c-2v
CcM1892 14-4 0-12A 9-40 075 1,000 C-2F
w1210 24.0 1-2W 3-10 0-25 10,000 C-2F
W568 24.0 0-05A 4-00 0-32 5,000 C-2F
w1201 24.0 2.0W 6-30 0-50 10,000 C-2F
W600 24-0 0-12A 12-00 095 3,000 C-2F
w1227 24.0 3-0W 8-00 0-63 10,000 C-2F
W1203 24.0 5-0W 15-00 1-19 10,000 C-2F
CM1819 28-0 0-04A 4-30 0-34 3,000 C-2F
CM1829 28-0 0-07A 12-60 1-00 1,000 C-2F
CM757 28-0 0-08A 7-80 0-62 7,500 C-2F
CM1820 28-0 0-10A 20-00 1.60 1,000 C-2F
CM1864 28.0 0-17A 38-00 3-00 1,000 C-2F
CM313 28-0 0-17A 44.00 3.50 500 C-2F
w1223 300 1-2W 310 0-25 5,000 C-2F
w1204 300 2.0W 6-30 0-50 5,000 C-2F
w1228 30-0 3-0W 11-30 0-90 5,000 C-2F
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All dimensions in mm.



MINIATURE LAMPS

wh

INTERNATIONAL
_21 Lamp Amps/ Life Filament
T-3 / 4 10mm Number Volts Watts Lumens MSCP (hours) Shape
Miniature Bayonet w1224 36-0 1-2W 310 0-25 5,000 C-2F
BA9s (MCC) w1205 36-0 2:0W 6-30 0-50 5,000 C-2F
W1178 360 3-0W 15-00 1-19 3,000 C-2F
CM1822 360 0-10A 31-50 2:50 1,000 C-2F
" CM1828 375 0-05A 8-20 0-65 3,000 C-2F
10-
M w1225 480 12w 270 0-21 5,000 CC-2F
w1206 48-0 2:0W 6-30 0-50 5,000 CC-2F
_ W1176 48-0 3-0wW 15-00 119 3,000 CC-2F
} { W608 50-0 0-05A 9-00 072 5,000 CC-2F
50B6 50-0 0-055A  11-50 0-91 1,000 CC-2F
50B5 50-0 0-10A 12-50 1-00 1,000 CC-2F
CM1835 550 0-05A 13-80 1-10 5,000 C-2F
W1226 60-0 1-2W 2.20 017 3,000 CC-2F
w1207 60-0 2:0W 5-00 0-40 3,000 CC-2F
* w610 60-0 3-0W 10-50 0-84 3,000 CC-2F
60B1 60-0 0-06A 15.00 119 1,000 CC-2F
W1208 60-0 5-0W 20-00 1-59 3,000 CC-2F
w1121 1300 2:6W 3-00 0-24 2,000 C-5

*Qverall Length:-

30-0mm max. for CM
prefixed types 28-0mm max.
for all other types

FIG.32

Drawing Scale 2:1

31a

All dimensions in mm.



