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DESCRIPTION

NOTES: UNLESS OTHERWISE SPECIFIED
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SERIES
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50 ohm - 50 ohm Typical Insertion Loss

SPECIFICATION

1) RATED VOLTAGE (MAX):
           16 AMP,120/250 VAC 50-60HZ;
2) Hi-pot RATING (ONE MINUTE):
           LINE TO GROUND: 3000 VDC
           LINE TO LINE : 1100 VDC
3) MAXIMUM LEAKAGE LINE TO GROUND:
           0.90mA @120 VAC 60 Hz;
           1.57mA @250 VAC 50 Hz;
4) CLIMATE CLASS: 25/100/21
     TEMPRATURE RANGE: -25C to +100C
     OVERLOAD CURRENT: 1.5x Rated ct. for 1 min.
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Electrical Schematic

Mechanical Details

www.emcemv.com

Cx

75

84.5

5.3

25 52

13

27.3

63

86

38


