IC30 Series(DIP) 2.54mm Pitch YAMAICHI
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Two contact-springs ensuring high contact reliability
End-to-end and/or side-to-side stackable with 2.54mm pitch
RoHS compliant
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Number of contacts

ICitFPIRER  3:031>F

Row space of IC-leads - 3: 0.3 inches
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Plating of contact - G: Gold
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Type of solder terminal - 4: Straight solder dip ' '
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Contact cross section Print board layout (Reference only)

[TOP VIEW]

B+0.1
254+0.05

2.1
623 ]

[(Contact Position)|
——

4#8E  Performance

4.5
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Insulation Resistance 1,000MQ min. @ 500VDC = p

ffERE  AC700V rms 14
Withstanding Voltage 700VAC rms / minute
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Contact Resistance 20mQ max. @ 10mA
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EARE -65C~ +85C

Operating Temperature -65°C to +85°C
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Insulator PBT glass-filled, UL94V-0 IC30-0803-G4 | 8 254 | 1013 | 254X 3 = 7.62 | 1013 | 7.62 | 450 | 7.62
AVEI N HAS. £Ho= IC30-1003-G4 | 10 | 254 | 12.67 | 254X 4 =10.16 | 1013 | 7.62 | 450 | 7.62
Contact Copper Alloy, Gold plating IC30-1403-G4 | 14 | 254 | 17.75 | 254 X 6 =1524 | 1013 | 7.62 | 450 | 7.62

IC30-1603-G4 16 254 | 2029 | 254X 7 =17.78 | 10.13 762 | 450 | 7.62
1C30-1803-G4 18 254 | 2283 | 254X 8 =20.32 | 10.13 762 | 450 | 7.62
1C30-2003-G4 20 254 | 2537 | 254X 9 =22.86 | 10.13 762 | 450 | 7.62
1C30-2004-G4 20 254 | 25637 | 254X 9 =22.86 | 1267 | 10.16 | 6.50 | 10.16
1C30-2203-G4 22 254 | 2791 | 254 X 10 =25.40 | 10.13 762 | 450 | 7.62
1C30-2204-G4 22 254 | 2791 | 254 X10=25.40 | 1267 | 10.16 | 6.50 | 10.16
1C30-2403-G4 24 254 | 3045 | 254 X 11 =27.94 | 10.13 762 | 450 | 7.62
1C30-2406-G4 24 254 | 3045 | 254 X11=27.94 | 17.75 | 1524 | 11.00 | 15.24
1C30-2803-G4 28 2.54 | 35,53 | 2.54 X 13 =33.02 | 10.13 762 | 450 | 7.62
1C30-2806-G4 28 254 | 3553 | 254 X13=33.02 | 17.75 | 1524 | 11.00 | 15.24
1C30-3206-G4 32 254 | 40.61 | 2.54 X 156 =388.10 | 17.75 | 1524 | 11.00 | 15.24
1C30-3606-G4 36 254 | 4569 | 254 X 17 =4318 | 17.75 | 1524 | 11.00 | 15.24
1C30-4006-G4 40 254 | 50.77 | 2.564 X 19 =4826 | 17.75 | 1524 | 11.00 | 15.24
1C30-4206-G4 42 254 | 5331 | 254 X20=50.80 | 17.75 | 1524 | 11.00 | 15.24
1C30-6409-G4 64 254 | 81.25 | 2.564 X 31 =78.74 | 25.37 | 22.86 | 18.00 | 22.86




