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2-piece fixing ties with Edge clip — EC-Series

PROPERTIES

Material Specification

Cable Tie
Foot Part
Operating
Temperature
Colour

Flammability

Black
UL94 HB

Polyamide 6.6, Heat Stabilised (PA66HS)
Polyamide 6.6 High Impact Modified (PA66HIRS)
-40°C to +105°C

DIMENSIONS

%%

. o . . . Bundle @ Panel Min. Tensile | Bag Cont.| Box Cont.
Article N°| Designation | Length| Width max. Thickness| Strenght (N) (pcs.) (pcs.)
156-00831 T50ROSEC21| 200 4,6 45 1-3 225 100 1 000
156-00852 T50ROSEC23| 200 4,6 45 3-6 225 100 1 000

All dimensions in mm. Subject to technical changes.
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