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GE-M Male stud connector

Male metric thread — metal sealing edge (1ISO 9974) / EO 24° cone end
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D1 PN (bar)")
@ Weight
Saries T D3 D4 L1 L2 L3 L4 81 52 | g/ plece Order code® CF 71 MS
L3} 06 |M10=x1.0 4 14 | 235 85 8 23 14 14 13 GEOELM 3158 318 200
08 |Mi12x1.5 [:] 17 | 2000 | 100 | 12 25 17 17 22 GEOBLM 3158 318 200
10 |M14=1.5 7 19 | 300 | 110 | 12 26 19 18 a GE10LM 3158 318 200
10 |[Mioxio| 4 | 14 |255|105| 8 | 28 | 17 | 18 20 GE10LM10X1 315 | 315
10 |[M12x1.5 [:] 17 | 300 | 110 | 12 26 17 18 25 GE10LM12X1.5 315 315
10 |M16x1.5 B8 21 315|120 12 27 22 18 41 GE10LM16X1.5 315 35
10 |M18x1.5 B8 23 315|125 12 27 24 18 50 GE10LM18X1.5 315 35
10 |M22x1.5 B8 27 35.0 | 140 14 29 27 18 72 GE10LM22X1.5 315 35
12 |M14=1.5 7 19 | 300 | 110 | 12 26 19 22 30 GE12LM14X1.5 3158 318
12 |M16x1.5 9 21 315|125 12 27 22 22 40 GE12LM 315 35
12 |M18x1.5| 10 23 315|125 12 27 24 22 47 GE12LM18X1.5 315 35
12 |M22x15| 10 a7 350 | 140 14 29 27 22 T8 GE12LM22X1.5 315 315
15 |M16=x1.5 9 21 320 | 130 12 28 24 27 50 GE15LM16X1.5 250 250
15 |M18=x1.5| 11 23 325|135 12 29 24 27 52 GE15LM 250 250 160
15 |M22x15| 12 27 36.0 | 150 14 30 27 27 77 GE15LM22X1.5 250 250
18 |M18x1.5| 11 23 335 | 140 12 30 27 32 68 GE18LM18X1.5 250 250
18 |M22x1.5| 14 27 | 360 | 145 | 14 31 27 32 77 GE18LM 250 250 160
22 |M22x1.5| 14 27 | 380 | 165 | 14 33 az 36 a2 GE22LM22X1.5 160 160
22 |[M26x1.5| 18 31 400 | 165 16 33 32 36 102 GE22LM 160 160 100
28 |M33=x20| 23 39 [ 430 | 175 18 34 41 41 168 GE28LM 160 160 100
35 |M42=2.0| 30 | 49 |4B0 | 175| 20 | 38 | 50 | 50 | =280 GE35LM 160 | 180 | 100
42 |M48=x20| 38 55 | 520|190 22 42 55 B0 354 GE42LM 160 160 100
5% 06 |M12x1.5 4 17 320 | 130 12 28 17 17 30 GEOGSM 400 400 250
06 |M14x15| 4 | 19 | 340|150 12 | 30 | 19 | 17 42 GEOESM14X1.5 | 400 | 400
08 |M14x15| 5 | 19 | 340|150 12 | 30 | 19 | 19 43 GEDOBSM 400 | 400 | 250
10 |M16x1.5 7 21 345|150 12 31 22 22 54 GE105M 400 400 250
12 |M18x1.5 B 23 | 385 | 170 | 12 33 24 24 T2 GE125M 400 400 250
12 |M14x1.5 5 19 36.0 | 165 12 33 22 24 60 GE125M14X1.5 400 400
12 |M22x15 8 a7 390 | 175 14 34 27 24 103 GE125M22X1.5 400 400
14 |M20=x1.5| 10 25 41.0 | 19.0 14 a7 27 27 95 GE14SM 400 400 250
16 |M18x1.5 -] 23 | 385|180 12 36 27 30 BE GE165SM18X1.5 400 400
16 |M22x1.5| 12 27 41.0 | 185 14 a7 27 30 97 GE16SM 400 400 250
20 [M27=2.0| 16 | 32 | 470 | 205 16 | 42 | 32 | 38 155 GE20SM 400 | 400 | 250
25 |M33=x2.0| 20 39 530 | 230 18 47 41 46 268 GE255M 250 250 160
30 |M42=<2.0| 25 49 570 | 235 20 50 50 50 421 GE30SM 160 160 100
38 |M48=x20| 32 55 640 | 260 | 22 57 55 B0 568 GE385M 160 160 100
1) Preesure shown = item deliverable
) L = light series; *) 5 = heavy series
Order code suffives
PN {bar)
o - PN (MPa) Material Surrlf: Example
Delivery without nut and ring. Information on ordering complete ﬁa r[r::wrial
fittings see page I7. Steel, zinc plated, Gr{Vi)-free CFX GE165MCEX
“Ploaes ad the sulfiess bolow accoting Stainless Steel 71X GE165MTIX
to the materialieurtace required.  Lor2sS MEX GETESMMEX
155 Catalogue 4100-9/UK




