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REF : HD 10460 LSZH 

HDTV 75 Ω video cable – LSZH sheath 
Standard SMPTE 424M – 3 Gb/s 

Conductor : 
Solid bare copper 
1 x 1,04 mm  

Dielectric : 
Physical foam polyethylene 
Ø nom. : 4,6 mm 

Sheath : 
LSZH compound 
Purple 
Ø nom. : 6,95 mm 

2
nd 

 shielding : 
Tinned copper braid 
Coverage : 95% 

.…………………………………......… Temperature range : 
-20°C ���� +70°C 

 

…………….…….……….………. Conform to RoHS directive 

Characteristics  Electrical properties 

Characteristic impedance : 75 Ω 
 

Nominal capacitance : 53 pF/m  
 

Electrical resistance at 20°C 
inner conductor : 21 Ω/km 
outer conductor : 10,2 Ω/km 

 

Velocity of propagation : 84%.c 
 

Nominal attenuation : 
MHz  dB/100m 
      1    0,76 
    10    2,4 
  100    6,0 
  500  13,3 
  750  16,4 
1000  19,3 
1500  24,0 
2250  30,0 
3000  35,0 

 

Return Loss :  
MHz  dB 
30 - 300 > 25 
300 - 900 > 20 
900 - 3000 > 18 

.…………….…………………...… Minimum bending radius : 
60 mm 

 

………………………………..………….……….………. Weight : 
58 kg/km 

Cable for digital HDTV video links. 
Fixed applications for broadcast and television. 
Very good protection against electromagnetic interferences. 

1
st
  shielding : 

Triplex tape (Aluminium/PES/Aluminium) 
Coverage : > 100% 

This document is confidential, and is the property of CAE Groupe. CAE Groupe own the copyright, and the 
document must not be copied or changed in any form, wholly or in part without written permission from CAE 
Groupe. The contents of this document must be disclosed to any other person or persons. 
The characteristics related to this document are not contractual, and can be modified without warning. 

…………….……………………..Flame retardant : IEC 60332-1 
Determination of halogen rate and corrosiveness 

of combustion gas : IEC 60754-1 & -2 
Determination of smoke density : IEC 61034-1 & -2 

 


