PROGRAMMATEUR UNIVERSEL ECONOMIQUE, SUPPORT 48ZIF, INTERFACE USB2.0
POUR EEPROMs 24Cxxx/25Cxxx/93Cxxx et FLASH SPI 25/26xxxx

Supporte plus de 16.000 composants

Szzrre }

9P-298

programmer

Présentation:

Le VeryPro-298S est un grogrammateur universel spécialisé pour la programmatlon d’EEPROMs et de Serial-FLASHs
qui supporte plus de 16.000 composants différents parmis les mémoires suivantes :

(17xx 24xx/25xx/SST25Fxx/29xx/35xx/58xx/59x>d6 Xx/64xx/85xx/93xx/95xx/Pioneer/Bosch,etc...).

Il peut identifier automatiquement les EPROMSs insérées. Il effectue aussi les tests et I identification

automatique des composants Iog|<1ues (C-mos4000/74xxx/LM324/LM339/ULN20xx/ULN28xx) et les test de Static RAM/
Dynamic DRAM. Il peut supporter les composants basse tension jusqu'a 1,5V et detecte automatiquement les contacts
defectueux I ne necessﬂe pas d’adaptateurs optionnels pour tous les composants SDIP supportés. Peut fonctionner
sans son bloc d’alimentation externe suivant le type de port USB utilisé sur le PC.

Fonctionne sous Windows XP/2000/VISTA/Windows7/Windows8.1/ Windows 10 (32/64bits).

Caractensthues
Accepte tous les formats standards (JEDEC, INTEL (Extended) HEX, HOLTEK, EMC(.CDS), INTEL HEX16,
Motorola S record, BINARY, Tektronix %mear & segmented), and auto find format.

Gere les fichiers au format 16 bits et 32 bits
Teste les composants Iog|<1ues TTL/CMOS ainsiq ue les RAM Dynamic/Static.
|dentifie automatiquement les fabricants des E(E)PROMs, auto identifies les composants logiques TTL/CMOS.

Effectue les tests d'insertion du composant et les broches défectueuses.
Gere les composants low-voltage jusqu'a 1,5V.
ne nécessite pas d’'alimentation externe pour la plupart des composants.
Adaptateurs universels DIP, PLCC, QFP, TSOP, PSOP, SOIC, SSOP, SDIP, (composants de 6 a 300 broches).
Fonction de programmanon automathue a lnsertion du cow)osant sur le support.
ndows 10 32b|t and 64bit).

Supporte Windows XP / VISTA/ Windows 7 /Windows8.1 /

Specifications électriques et matériels:

Dimensions: 168 x 98 x 23mm

Poids : 265g

Alimentation : transformateur entrée AC 100V a 240V, 50Hz/60Hz, sortie 9Vdc/0,6A.
Interface : connection & un port USB (USB 2.0) a un ordinateur PC ou portable.
Support : ZIF48, (supporte les composants de 8 broches).

Inclus:
Programmateur avec support 48 broches. Informations produits : www.seeit.fr
Bloc d’alimentation.
Cable USB tg%e A-B
Logiciel sur CD-ROM.

Manuel d'utilisation en Frangais et en Anglais. ¥ Liste des composants programmés §
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Programmateur universel spécialisé VeryPro-298S

Total : 16775 composants

LISTE DES COMPOSANTS VERYPRO-298S

Appuyer sur "CTRL + F" pour rechercher un composant

Version : 4.6.6

Eabricants:

ANACHIP ALLIANCE AMD AMIC

AKM ADVANCE GROUP ABOV ACE

ACT AXElite Technology ATC ATMEL

ASD ASAHI KASEI ASI Ali

AIT Actrans Artschip Asic Microelect
Aplus Flash BOSCH BOSHI BJX
BENCHMARQ BELLING Bookly Micro CORERIVER
CKD Technology CHIPSWINNER CBC Microelectronics CATALYST
CYPRESS Chingis Ceramate Technical cFeon
DENSE-PAC DALLAS EON EMTC

EFST EXEL EXCEL EVERSPIN
ESMT ESTEK Eorex E-CMOS

FORCE FAIRCHILD FUDAN FUJITSU
Forward First-Rank Fremont Gl

GENERIC GT™M GREENWICH Giantec
Gatelevel Green Engine Greenliant HONG KONG
HOLTEK HITACHI HENGLI HYNIX

HYUNDAI HUA JIE Hopefind Hua Hong NEC
INFINEON INTEL INTEGRAL IK Semiconductor
IDT ICmic ICE ICT

ICSI ISSI Intersil Icmic

KODENSHI KENWOOD K-LINE LIZE

LG LATTICE LinkSmart Litao

Lyontek MOSEL_VITELIC MICROCHIP MITSUBISHI
MEGAWIN MAGNACHIP MACRONIX MATSUSHITA
MAXCOM MAXIM MYSON MY-MS

MSHINE Maxwell NIK Microelectr. NEC

NEXFLASH NXP NS Nantronics
Numonyx Nuvoton ON Semiconductor OKI

PMC PJ PHILIPS PIONEER

PCT PTC PSS Portek

Pflash Perfect Quick Pulse ROCKWELL
ROHM RICOH RENESAS RAMTRON
RATO RAYDIUM SONY SMOS
SIGNETICS SIEMENS SIMTEK SGS-THOMSON
SEEQ SEIKO SANYO SAMSUNG
SAIFUN SYNCMOS ST STC

SUNMOON SUMMIT SST SPANSION
SPIFLASH TOSHIBA T™C Tl

TECHCODE TEMIC Terra Semiconductor Turbo IC
UNIGEN Unigen VLSI Versachips
WINBOND WUXING WSl White Electronic
Wing Shing XICOR YMC ZEMPRO ELECTRONIC
Zhengxin

Liste des composants:

ANACHIP

SPROM

SPROM

93C46 93C46 *8SO 93C46A 93C46A *8SO
93C56A 93C56A *8SO 93C66A 93C66A *8SO
93CX46 93CX46 *8SO 93CX56 93CX56 *8SO
93CX66 93CX66 *8SOP AM24L.C02 AM24L.C02 *8SO
AM241.C02 *8SSOP AM24L.C04 AM241.C04 *8SO AM?24L.C04 *8SSOP
AM24L.C08 AM24L.C08 *8SO AM24L.C08 *8SSOP AM24L.C16
AM24L.C16 *8SO AM?24L.C16 *8SSOP AM24L.C21 AM24L.C21 *8SO
AM24L.C21 *8SSOP AM24L.C21B AM24L.C21B *8SO AM24.C21B *8SSOP
AM93LC46 AMI3LC46 *8SO AM93LC46 *8SSOP AMOI3LC46(x8)
AMI3LC46(x8) *8SO AMOI3LC46(x8) *8SSOP AMI3LC56 AM9I3LC56 *8SO
AM93LC56 *8SSOP AMOI3LC56(x8) AMOI3LC56(x8) *8SO AM9I3LC56(x8) *8SSOP
AMI3LC66 AM9I3LC66 *8SO AMI3LC66 *8SSOP AMI3LC66(x8)
AMI3LC66(x8) *8SO AM9I3LC66(x8) *8SSOP AM93LC86 AM93LC86 *8SO
AM9I3LC86 *8SSOP AMOI3LC86(x8) AMI3LC86(x8) *8SO AMOI3LC86(x8) *8SSOP
ALLIANCE

E(E)PROM




E(E)PROM

AS29F002B-L *32PL

AS29F002B-P

AS29F002T-L *32PL

AS29F002T-P

AS29F010 AS29F010 *32PL AS29F040 *32PL
AMD

MPU E(E)PROM

MPU

Am8751H Am8753H [Am87C51 |Am87C521
Am87C541

E(E)PROM

Am27128 Am27128A Am27128AF Am27128APC
Am27128DC Am27256 Am27256AP Am27256F
Am27256PC AmM2732A Am2732B Am27512
Am27512DC Am27512F Am27512PC Am2764
AmM2764A Am2764ADC Am2764ADCB Am2764ADI
Am2764ADIB Am2764AF Am2764AJC AmM2764ALC
Am2764ALCB AmM2764ALE Am2764ALEB Am2764APC
Am27C010 Am27C010 *32PL Am27C020 Am27C020 *32PL
Am27C040 Am27C040 *32PL Am27C080 Am27C080 *32PL
Am27C100 Am27C1024 Am27C128 Am27C2048
Am27C256 Am27C256F Am27C256PC Am27C400
Am27C4096 Am27C512 Am27C512P Am27C64
Am27H010 Am27H010 *32PL Am27H256 Am27HB010
Am27HB010 *32PL Am27LV010 Am27LV010 *32PL Am27LV010B
Am27LV010B *32PL Am27LV020 Am27L.V020 *32PL Am27LV020B
Am27LV020B *32PL Am27X020 Am27X020 *32PL Am27X040
Am27X040 *32PL Am2816A Am2817A AmM2864A
AM2864AE Am2864B Am2864BE Am28F010
Am28F010 *32PL Am28F010A Am28F010A *32PL AmM28F020
Am28F020 *32PL Am28F020A Am28F020A *32PL Am28F256
Am28F256 *32PL AmM28F256A Am28F256A *32PL AmM28F512
AM28F512 *32PL AmM28F512A AM28F512A *32PL AM29F001B
Am29F001B *32PL Am29F001BB Am29F001BB *32PL AmM29F001BT
AM29F001BT *32PL AM29F001NB AmM29F001INB *32PL AmM29F001NBB
Am29F001NBB *32PL AmM29F00INBT AmM29F001INBT *32PL AM29F00INT
AM29F00INT *32PL AM29F001T AM29F001T *32PL AM29F002B
Am29F002B *32PL AmM29F002BB Am29F002BB *32PL AmM29F002BT
AM29F002BT *32PL AmM29F002NB AmM29F002NB *32PL Am29F002NBB
Am29F002NBB *32PL AmM29F002NBT Am29F002NBT *32PL AM29F002NT
AM29F002NT *32PL AM29F002T AM29F002T *32PL AM29F004BB
Am29F004BB *32PL AM29F004BT AmM29F004BT *32PL AM29F010
AM29F010 *32PL AM29F010A AM29F010A *32PL AM29F010B
Am29F010B *32PL AmM29F040 Am29F040 *32PL AmM29F040A
AM29F040A *32PL AM29F040B AM29F040B *32PL Am29L V001B
Am29LV001BB Am29LV001BB *32PL Am29LV001BT Am29LVV001BT *32PL
Am29LV010B Am29L V010B *32PL Am29L V040B Am29L V040B *32PL
Am9732A

AMIC

SPROM E(E)PROM

SPROM

A25L010-F A25L020-F A25L040A A25L040-F
A25L16PUM-UF *8SOP A25LTQO32M-F *8SOP A25LTQ032M-UF *8SOP

E(E)PROM

A27020 A27020 *32PL A275308 A276308
A276308A A277308 A277308 *32PL A278308

A278308 *32PL A278308A A278308A *32PL A278308AL *32PL
A278308L *32PL A279308 A279308 *32PL A27L6308
A27L.7308 A27L7308 *32PL A271.8308 A271.8308 *32PL
A290011T A290011TL *32PL A290011U A290011UL *32PL
A29001T A29001TL *32PL A29001U A29001UL *32PL
A290021AT A290021ATL *32PL A290021AU A290021AUL *32PL
A290021T A290021TL *32PL A290021U A290021UL *32PL
A29002AT A29002ATL *32PL A29002AU A29002AUL *32PL




A29002T A29002TL *32PL A29002U A29002UL *32PL
A29010 A29010 *32PL A29010A A29010AL *32PL
A29010L *32PL A29040 A29040 *32PL A29040A
A29040AL *32PL A29040B A29040BL *32PL A29040L *32PL
A29512 A29512 *32PL A29512A A29512AL *32PL
A29L004ATL *32PL A29L004ATY *32TS A29L004AUL *32PL A29L004AUY *32TS
A29L004TL *32PL A29L004TX *32TS A29L004UL *32PL A29L004UX *32TS
A29L040 A29L040L *32PL A29L040X *32TS AT279308 *32PL
AKM

SPROM

SPROM

AKG002AF *8S0O AKB003AV *8SSOP AKG004AF *8S0O AKG008AF *8SO
AKG6010AF *8SO AK6012AF *8SO AK6416A *8SSOP AK6416AM *8SSOP
AKG6420A *8MS AKB420A *8SSOP AKG6420AF *8S0O AKB420AM *8SSOP
AK6420B *8MS AK6420BH *8MS AKG6440A *8SO AK6440A *8SSOP
AKG6440AF *8S0O AKB440AM *8SSOP AK6440B *8MS AKG6440BH *8MS
AK6440CL *8SON AK6480A *8S0 AKG6480A *8SSOP AKG6480AF *8SO
AK6480AM *8SSOP AK6480B *8MS AK6480BH *8MS AKB480CF *8SO
AK6480CH *8MS AK6480CM *8SSOP AK93C10AF *8S0 AK93C41AV *8SSOP
AK93C45 AK93C45AF *8SO AK93C45ANF *8SO AK93C45AV *8SOP
AK93C45BH *8MS AK93C45CT *8MS AK93C45F *8SOP AK93C45L
AK93C45LF *8SO AK93C46 AK93C46AF *8SO AK93C46ANF *8SO
AK93C46F *8SO AK93C46L AK93C46LF *8SO AK93C46M
AK93C46MF *8SO AK93C51AV *8SSOP AK93C55AF *8SO AK93C55ANF *8SO
AK93C55AV *8SOP AK93C55BH *8MS AK93C55CT *8MS AK93C55F *8SO
AK93C55LF *8SO AK93C61AV *8SSOP AK93C65AF *8SO AK93C65ANF *8SO
AK93C65AV *8SOP AK93C65BH *8MS AK93C65CT *8MS AK93C65F *8SO
AK93C65LF *8SO AK93C75AF *8SO AK93C75ANF *8SO AK93C75AV *8SOP
AK93C75BH *8MS AK93C75F *8S0O AK93C75LF *8S0 AK93C85AF *8S0O
AK93C85AM *8SOP AK93C85F *8SO AK93C85LF *8SO AK93C95AF *8SO
ADVANCE GROUP

SPROM

SPROM

AF24BCO01 AF24BC01 *8SO AF24BC01 *8SSOP AF24BC02
AF24BC02 *8SO AF24BC02 *8SSOP AF24BC04 AF24BC04 *8SO
AF24BC04 *8SSOP AF24BC08 AF24BC08 *8SO AF24BC08 *8SSOP
AF24BC128 AF24BC128 *8SO AF24BC128 *8SSOP AF24BC16
AF24BC16 *8SO AF24BC16 *8SSOP AF24BC256 AF24BC256 *8SO
AF24BC256 *8SSOP AF24BC32 AF24BC32 *8S0 AF24BC32 *8SSOP
AF24BC64 AF24BC64 *8SO AF24BC64 *8SSOP AF93BC46-P
AF93BC46-P(x8) AF93BC46-S *8SO AF93BC46-S(x8) *8SO AF93BC46-TS *8SSOP
AF93BC46-TS(x8) *8SSOP AF93BC56-P AF93BC56-P(x8) AF93BC56-S *8SO

AF93BC56-S(x8) *8SO

AF93BC56-TS *8SSOP

AF93BC56-TS(x8) *8SSOP

AF93BC66-P

AF93BC66-P(x8)

AF93BC66-S *8SO

AF93BC66-5(x8) *850

AF93BC66-TS *8SSOP

AF93BC66-TS(x8) *8SSOP

AF93BC86-P

AF93BC86-P(x8)

AF93BC86-S *8SO

AF93BC86-5(x8) *850

AF93BC86-TS *8SSOP

AF93BC86-TS(x8) *8SSOP

ABOV

MPU

MPU

GMS99C58 GMS99C58-PL *44PLCC HY97C51 HY97C51 *44PLCC
HY97C52 HY97C52 *44PLCC HY97C54 HY97C54 *44PLCC
HY97C56 *44PLCC HY97C58 HY97C58 *44PLCC HY97L51

HY97L51 *44PLCC HY97L52 HY97L52 *44PLCC HY97L54

HY97L54 *44PLCC HY97L56 HY97L56 *44PLCC HY97L58

HY97L58 *44PLCC

ACE

SPROM

SPROM

ACE24C02ADP ACE24C02AFM *8S0 ACE24C02ATM *8SSOP ACE24C02BDM *8DFN
ACE24C02BDP ACE24C02BFM *8SO ACE24C02BOM *8MS ACE24C02BTM *8SSOP
ACE24C02DP ACE24C02FM *8SO ACE24C02TM *8SSOP ACE24C04ADP
ACE24C04AFM *8SO ACE24C04ATM *8SSOP ACE24C04BDM *8DFN ACE24C04BDP

ACE24C04BFM *8SO

ACE24C04BOM *8MS

ACE24C04BTM *8SSOP

ACE24C04DP




ACE24C04FM *8SO ACE24C04TM *8SSOP ACE24C08ADP ACE24C08AFM *8S0
ACE24C08ATM *8SSOP ACE24C08BDM *8DFN ACE24C08BDP ACE24C08BFM *8SO
ACE24C08BOM *8MS ACE24C08BTM *8SSOP ACE24C08DP ACE24C08FM *8SO

ACE24C08TM *8SSOP

ACE24C1024DP

ACE24C1024FM *8SO

ACE24C1024TM *8SSOP

ACE24C128DM *8DFN

ACE24C128DP

ACE24C128FM *8SO

ACE24C128TM *8SSOP

ACE24C16ADP ACE24C16AFM *8SO ACE24C16ATM *8SSOP ACE24C16BDM *8DFN
ACE24C16BDP ACE24C16BFM *8SO ACE24C16BOM *8MS ACE24C16BTM *8SSOP
ACE24C16DP ACE24C16FM *8SO ACE24C16TM *8SSOP ACE24C256DM *8DFN
ACE24C256DP ACE24C256FM *8S0O ACE24C256TM *8SSOP ACE24C32DM *8DFN
ACE24C32DP ACE24C32FM *8SO ACE24C32TM *8SSOP ACE24C512DP
ACE24C512FM *8SO ACE24C512TM *8SSOP ACE24C64DM *8DFN ACE24C64DP
ACE24C64FM *8SO ACE24C64TM *8SSOP ACE24L.C02DM *8DFN ACE24LC02DP

ACE24LC02FM *8SO ACE24LC02TM *8SSOP ACE24L.C04DP ACE24LC04FM *8S0O
ACE24LC04TM *8SSOP ACE24LC08DP ACE24LCO08FM *8SO ACE24LC08TM *8SSOP
ACE24L.C16DP ACE24LC16FM *8S0O ACE24LC16TM *8SSOP ACE93C46DP
ACE93C46DP(x8) ACE93C46FM *8SO ACE93C46FM(x8) *8SO ACE93C46TM *8SSOP
ACE93C46TM(x8) *8SSOP ACE93C56DP ACE93C56DP(x8) ACE93C56FM *8SO
ACE93C56FM(x8) *8SO ACE93C56TM *8SSOP ACE93C56TM(x8) *8SSOP ACE93C66DP
ACE93C66DP(x8) ACE93C66FM *8SO ACE93C66FM(x8) *8SO ACE93C66TM *8SSOP
ACE93C66TM(x8) *8SSOP

ACT

SPROM

SPROM

93L.C46 93L.C46 *8SO 93L.C46(x8) 93L.C46(x8) *8SO
93LC56 93LC56 *8SO 93LC56(x8) 93LC56(x8) *8SO
93LC66 93LC66 *8SO 93L.C66(x8) 93L.C66(x8) *8SO
93LC86 93LC86 *8SO 93LC86(x8) 93L.C86(x8) *8SO
AXElite Technology

SPROM

SPROM

AX24C02 *8SO AX24C02 *8SSOP AX24C04 *8SO AX24C04 *8SSOP
AX24C08 *8SO AX24C08 *8SSOP AX24C16 *8SO AX24C16 *8SSOP
AX24C32 *8SO AX24C32 *8SSOP AX24C64 *8SO AX24C64 *8SSOP
ATC

SPROM

SPROM

AM24C02 AM?24C02 *8S0 AM24C02 *8SSOP AM24C02A
AM24C02A *8S0 AM24C02A *8SSOP AM24C04 AM24C04 *8SO
AM24C04 *8SSOP AM24C04A AM24C04A *8SO AM24C04A *8SSOP
AM24C08 AM24C08 *8S0 AM24C08A AM24CO08A *8S0
AM24C16 AM?24C16 *8S0 AM24C16A AM24C16A *8S0
AM24L.C02 AM24LC02 *8S0 AM24L.C02 *8SSOP AM24LC02A
AM241L.C02A *8S0 AM24LC02A *8SSOP AM241L.C04 AM24L.C04 *8SO
AM24L.C04 *8SSOP AM24LC04A AM24LC04A *8SO AM24L C04A *8SSOP
AM241.C08 AM?241.C08 *8S0 AM241L.C08A AM24L.C08A *8S0
AM24L.C16 AM24L.C16 *8S0 AM24LC16A AM24LC16A *8S0
AM24L.C21 AM24L.C21 *8SO AM241.C21B AM24L.C21B *8SO
AM93C46 AM93C46 *8SO AM9I3C46(x8) AM93C46(x8) *8SO
AM93C46R *8SO AMOI3C46R(x8) *8SO AM93C56 AM93C56 *8SO
AMO93C56(x8) AMO93C56(x8) *850 AMO93C56R *850 AMO93C56R(x8) *850
AM93C66 AM93C66 *8SO AMI3C66(x8) AM9I3C66(x8) *8SO
AM9I3CE6R *8SO AMI3C66R(x8) *8SO AM93LC46 AMOI3LC46 *8SO
AMOI3LC46(x8) AMOI3LC46(x8) *8SO AM93LC46G *8SO AMOI3LC46R *8SO
AMO9I3LC46R(x8) *8SO AMOI3LC56 AM93LC56 *8SO AMOI3LC56(x8)
AMOI3LC56(x8) *8SO AMI3LC56G *8SO AMI3LC56G(x8) *8SO AMI3LC56R *8SO
AMO93LC56R(x8) *850 AMO93LC66 AMO93LC66(x8) AMO93LC66(x8) *8S0
AM93LC66G *8SO AM9I3LC66G(x8) *8SO AMOI3LCE6R(x8) *8SO AM9I3LC86
AM93LC86 *8SO AM93LCB86 *8SSOP AM9I3LCB6(x8)

ATMEL

SPROM MPU PLD E(E)PROM

SPROM

2ECHL *DFN8 2ECL *8SO 2ECL *8SSOP 2ECU *8BGA

2FB 2FB *8SAP 2FB *8SOP 2FB *8SSOP




2FBU *8BGA AT24C01 AT24C01 *8MS AT24C01 *8S0O

AT24C01 *8SSOP AT24C01A AT24C01A *8SO AT24C01A *8SSOP
AT24C01B AT24C01B *8BGA AT24C01B *8DFN AT24C01B *8SO
AT24C01B *8SSOP AT24C01C-CUM-T *8BGA AT24C01C-MAHM-T *8DFN AT24C01C-PUM
AT24C01C-SSHM-B *8S0O AT24C01C-SSHM-T *8SO AT24C01C-XHM-B *8SSOP AT24C01C-XHM-T *8SSOP
AT24C02 AT24C02 *8SSOP AT24C02A *8S0O AT24C02A *8SSOP
AT24C02B AT24C02B *8DBGA AT24C02B *8DFN AT24C02B *8SO
AT24C02B *8SSOP AT24C02BN-SH-B *8SO AT24C02BN-SH-T *8SO AT24C02B-PU

AT24C02B-TH-B *8SSOP

AT24C02B-TH-T *8SSOP

AT24C02B-TSU-T *550T

AT24C02BU3-UU-T *8BGA

AT24C02BY6-YH-T *8QFN

AT24C02C-CUM-T *8BGA

AT24C02C-MAHM-T *8DFN

AT24C02C-PUM

AT24C02C-SSHM-B *8S0O

AT24C02C-SSHM-T *8SO

AT24C02CU3-CUM-T *8BGA

AT24C02C-XHM-B *8SSOP

AT24C02C-XHM-T *8SSOP

AT24C02CY6-MAHM-T *8QFN

AT24C04

AT24C04 *8SSOP

AT24C04A

AT24C04A *8SO

AT24C04A *8SSOP

AT24C04BN-SH-B *8SO

AT24C04BN-SH-T *8SO

AT24C04B-PU

AT24C04B-TH-B *8SSOP

AT24C04B-TH-T *8SSOP

AT24C04B-TSU-T *550T

AT24C04BU3-UU-T *8BGA

AT24C04BY6-YH-T *8QFN

AT24C04C-CUM-T *8BGA

AT24C04C-MAHM-T *8DFN

AT24C04C-PUM

AT24C04C-SSHM-B *8SO

AT24C04C-SSHM-T *8SO

AT24C04C-XHM-B *8SSOP

AT24C04C-XHM-T *8SSOP

AT24C08

AT24C08 *8SO

AT24C08 *8SSOP

AT24C08A

AT24C08A *8SO

AT24C08A *8SSOP

AT24C08BN-SH-B *8SO

AT24C08BN-SH-T *8S0O

AT24C08B-PU

AT24C08B-TH-B *8SSOP

AT24C08B-TH-T *8SSOP

AT24C08B-TSU-T *5S0T

AT24C08BU3-UU-T *8BGA

AT24C08BY6-YH-T *8QFN

AT24C08C-CUM-T *8BGA

AT24C08C-MAHM-T *8DFN

AT24C08C-PUM

AT24C08C-SSHM-B *8S0O

AT24C08C-SSHM-T *8SO

AT24C08C-XHM-B *8SSOP

AT24C08C-XHM-T *8SSOP

AT24C1024

AT24C1024B-PU

AT24C1024B-SH *8SOP

AT24C1024B-TH *8SSOP

AT24C1024B-UU *8BGA

AT24C1024B-YH *8SSOP

AT24C1024W *8SOP

AT24C11-10PI-1.8

AT24C11-10PI-2.7

AT24C11-10PU-1.8

AT24C11-10PU-2.7

AT24C11-10TI-1.8 *8SOPP

AT24C11-10TI-2.7 *8SOPP

AT24C11-10TU-1.8 *8SSOP

AT24C11-10TU-2.7 *8SSOP

AT24C11N-10SI-1.8 *8SO

AT24C11IN-10SI-2.7 *8SO

AT24C11N-10SU-1.8 *8SO

AT24C11IN-10SU-2.7 *8S0O

AT24C128-1.8

AT24C128-2.7

AT24C128-5.0

AT24C128BD3-DH-T *ULAS8

AT24C128BN-SH-B *8SO

AT24C128BN-SH-T *8SO

AT24C128BN-TH-B *8SSOP

AT24C128BN-TH-T *8SSOP

AT24C128B-PU

AT24C128BU2-UU-T *8BGA

AT24C128BY6-YH-T *DFN8

AT24C128C-C *8BGA

AT24C128C-MA *8DFN

AT24C128C-ME *ULA8

AT24C128C-SS *8SO

AT24C128C-X *8SSOP

AT24C128N-1.8 *8SO

AT24C128N-2.7 *8SO

AT24C128N-5.0 *8SO

AT24C128W-1.8 *8SOP

AT24C128W-2.7 *8SOP

AT24C128W-5.0 *8SOP

AT24C16

AT24C16 *8S0O

AT24C16 *8SSOP

AT24C164

AT24C164 *8SO

AT24C16A

AT24C16A *8S0O

AT24C16A *8SSOP

AT24C16BN-SH-B *8SO

AT24C16BN-SH-T *8S0O

AT24C16BN-TH-B *8SSOP

AT24C16BN-TH-T *8SSOP

AT24C16B-PU

AT24C16B-TSU-T *5S0T

AT24C16BU3-UU-T *8BGA

AT24C16BY6-YH-T *DFN8

AT24C16C-CUM-T *8BGA

AT24C16C-MAHM-T *8DFN

AT24C16C-PUM

AT24C16C-SSHM-B *8S0O

AT24C16C-SSHM-T *8SO

AT24C16C-XHM-B *8SSOP

AT24C16C-XHM-T *8SSOP

AT24C21

AT24C21 *8S0

AT24C256-1.8

AT24C256-2.7

AT24C256-5.0

AT24C256B

AT24C256B *8SO

AT24C256B *8SOP

AT24C256BN-SH-B *8SO

AT24C256BN-SH-T *8SO

AT24C256B-PU

AT24C256B-TH-B *8SSOP

AT24C256B-TH-T *8SSOP

AT24C256BU2-UU-T *8BGA

AT24C256BW-SH-B *8SO

AT24C256BW-SH-T *8S0

AT24C256BY7-YH-T *SAP8

AT24C256C-CUL-T *8BGA

AT24C256C-MAHL-T *SAP8

AT24C256C-SSHL-B *8S0

AT24C256C-SSHL-T *8SO

AT24C256C-XHL-B *8SSOP

AT24C256C-XHL-T *8SSOP

AT24C256N-1.8 *8SO

AT24C256N-2.7 *8SO

AT24C256N-5.0 *8SO

AT24C256W-1.8 *8SOP

AT24C256W-2.7 *8SOP

AT24C256W-5.0 *8SOP

AT24C32

AT24C32 *8SO

AT24C32 *8SSOP

AT24C32A

AT24C32A *8S0O

AT24C32A *8SSOP

AT24C32BN-SH-B *8SO

AT24C32BN-SH-T *8SO

AT24C32BN-TH-B *8SSOP

AT24C32BN-TH-T *8SSOP

AT24C32B-PU

AT24C32B-TSU-T *5S0T

AT24C32BU3-UU-T *8BGA

AT24C32BY6-YH-T *DFN8

AT24C32CN-SH-B *8S0O

AT24C32CN-SH-T *8SO

AT24C32C-PU

AT24C32C-TH-B *8SSOP

AT24C32C-TH-T *8SSOP

AT24C32CU2-UU-T *8BGA

AT24C32CY6-YH-T *DFN8

AT24C32D3-DH-T *ULAS8

AT24C32D-SS *8S0

AT24C32D-X *8SSOP

AT24C512-1.8

AT24C512-2.7

AT24C512-5.0

AT24C512B

AT24C512BN-SH25-B *8SO

AT24C512BN-SH25-T *8SO

AT24C512BN-SH-B *8SO

AT24C512BN-SH-T *8SO

AT24C512B-PU

AT24C512B-PU25

AT24C512B-TH25-B *8SSOP

AT24C512B-TH25-T *8SSOP

AT24C512B-TH-B *8SSOP

AT24C512B-TH-T *8SSOP

AT24C512BU2-UU-T *8BGA

AT24C512BW-SH25-B *8SOP

AT24C512BW-SH25-T *8SOP

AT24C512BW-SH-B *8SOP

AT24C512BW-SH-T *8SOP

AT24C512BY7-YH25-T *8SAP

AT24C512BY7-YH-T *8SAP

AT24C512C-C *8BGA

AT24C512C-MA *8QFN

AT24C512CN-SS *8SO

AT24C512C-S *8SOP AT24C512C-X *8SSOP AT24C64 AT24C64 *8SO
AT24C64 *8SSOP AT24C64A AT24C64A *8SO AT24C64A *8SSOP
AT24C64B AT24C64B *8SO AT24C64B *8SSOP AT24C64BD3-DH-T *ULAS8

AT24C64BN-SH-B *8SO

AT24C64BN-SH-T *8SO

AT24C64BN-TH-B *8SSOP

AT24C64BN-TH-T *8SSOP

AT24C64B-PU

AT24C64BU2-UU-T *8BGA

AT24C64BY6-YH-T *DFN8

AT24C64D-SS *8SO

AT24C64D-X *8SSOP

AT24CM01-SHD-B *8SOP

AT24CMO01-SHD-T *8SOP

AT24CM01-SHM-B *8SOP

AT24CMO01-SHM-T *8SOP

AT24CM01-SSHD-B *8SO

AT24CMO01-SSHD-T *8SO

AT24CM01-SSHM-B *8SO

AT24CMO01-SSHM-T *8SO

AT24CMO01-XHD-B *8SSOP

AT24CMO01-XHD-T *8SSOP

AT24CMO01-XHM-B *8SSOP

AT24CM01-XHM-T *8SSOP

AT24CS01-MAHM-T *8DFN

AT24CS01-SSHM-T *8SO

AT24CS01-XHM-T *8SSOP

AT24CS02-MAHM-T *8DFN

AT24CS02-SSHM-T *8SO

AT24CS02-XHM-T *8SSOP

AT24CS04-MAHM-T *8DFN

AT24CS04-SSHM-T *8SO

AT24CS04-XHM-T *8SSOP

AT24CS08-MAHM-T *8DFN

AT24CS08-SSHM-T *8SO

AT24CS08-XHM-T *8SSOP

AT24CS128-1.8

AT24CS128-2.7

AT24CS128-5.0

AT24CS128N-1.8 *8SO

AT24CS128N-2.7 *8SO

AT24CS128N-5.0 *8SO

AT24CS128W-1.8 *8SOP

AT24CS128W-2.7 *8SOP

AT24CS128W-5.0 *8SOP

AT24CS16-MAHM-T *8DFN

AT24CS16-SSHM-T *8SO

AT24CS16-XHM-T *8SSOP

AT24CS256-1.8

AT24CS256-2.7

AT24CS256-5.0

AT24CS256N-1.8 *8SO

AT24CS256N-2.7 *8SO

AT24CS256N-5.0 *8SO

AT24CS256W-1.8 *8SOP

AT24CS256W-2.7 *8SOP

AT24CS256W-5.0 *8SOP

AT24CS32-MAHM-T *8DFN

AT24CS32-SSHM-T *8SO

AT24CS32-XHM-T *8SSOP

AT24HC02BN-SH *8SO

AT24HC02B-PU

AT24HC02B-TH *8SSOP

AT24HC02C-PUM

AT24HC02C-SSHM-B *8SO

AT24HC02C-SSHM-T *8SO

AT24HC02C-XHM-B *8SSOP

AT24HC02C-XHM-T *8SSOP

AT24HC04B-PU

AT24HC04B-SH *8SO

AT24HC04B-TH *8SSOP

AT24LC01

AT24LC01 *8MS

AT24LCO01 *8SO

AT24LC01 *8SSOP




AT24LC01B AT24LC01B *8DFN AT24LC01B *8SO AT24LC01B *8SSOP
AT24LC02 AT24L.C02 *8SO AT24LC02 *8SSOP AT24L.C02B
AT24LC02B *8DBGA AT24LC02B *8DFN AT24LC02B *8SO AT24LC02B *8SSOP
AT24LC04 AT24L.C04 *8SO AT24L.C04 *8SSOP AT24LC08
AT24L.C08 *8SO AT24LC08 *8SSOP AT24L.C08B-PU AT24LC08B-TH *8SSOP
AT24LC128 AT24LC16 AT24LC16 *8SO AT24LC16 *8SSOP
AT24LC16B-PU AT24LC21 AT24LC21 *8SO AT24LC256
AT24LC256B AT24L.C256B *8SO AT24LC256B *8SOP AT24LC32
AT24L.C32 *8SO AT24LC32 *8SSOP AT24LC32B AT24LC32B *8SO
AT24LC32B *8SSOP AT24LC512 AT24LC64 AT24L.C64 *8SO
AT24L.C64 *8SSOP AT24L.C64B AT24LC64B *8SO AT24L.C64B *8SSOP

AT24MAC402-MAHM-T *8QFN

AT24MAC402-SSHM-T *8SO

AT24MAC402-XHM-T *8SSOP

AT24MAC602-MAHM-T *8QFN

AT24MAC602-SSHM-T *8SO

AT24MAC602-XHM-T *8SSOP

AT25010

AT25010A

AT25010A *8MS AT25010A *8SO AT25010A *8SSOP AT25010B-SSPD-T *8SO
AT25010B-XPD-T *8SSOP AT25010N *8SO AT25020 AT25020A

AT25020A *8MS AT25020A *8SO AT25020A *8SSOP AT25020B-SSPD-T *8S0O
AT25020B-XPD-T *8SSOP AT25020N *8SO AT25040 AT25040A

AT25040A *8MS AT25040A *8SO AT25040A *8SSOP AT25040B-SSPD-T *8S0O
AT25040B-XPD-T *8SSOP AT25040N *8SO AT25080 AT25080-1.8
AT25080-1.8 *8MS AT25080-1.8 *8SO AT25080-1.8 *8SSOP AT25080A

AT25080A *8MAP AT25080A *8S0O AT25080A *8SSOP AT25080N *8SO
AT25128 AT25128-1.8 AT25128-1.8 *8BGA AT25128-1.8 *8SO
AT25128-1.8 *8SOP AT25128-1.8 *8SSOP AT25128A AT25128A *8BGA
AT25128A *8SO AT25128A *8SOP AT25128A *8SSOP AT25128A-1.8
AT25128A-1.8 *8BGA AT25128A-1.8 *8SO AT25128A-1.8 *8SOP AT25128A-1.8 *8SSOP
AT25128N *8SO AT25128W *8SOP AT25160 AT25160-1.8
AT25160-1.8 *8MAP AT25160-1.8 *8SO AT25160-1.8 *8SSOP AT25160A

AT25160A *8MAP AT25160A *8SO AT25160A *8SSOP AT25160N *8SO
AT25256 AT25256-1.8 AT25256-1.8 *8BGA AT25256-1.8 *8SO
AT25256-1.8 *8SOP AT25256-1.8 *8SSOP AT25256A AT25256A *8BGA
AT25256A *8SO AT25256A *8SOP AT25256A *8SSOP AT25256A-1.8
AT25256A-1.8 *8BGA AT25256A-1.8 *8SO AT25256A-1.8 *8SOP AT25256A-1.8 *8SSOP
AT25256N *8SO AT25256W *8SOP AT25320 AT25320-1.8
AT25320-1.8 *8MS AT25320-1.8 *8SO AT25320-1.8 *8SSOP AT25320A

AT25320A *8MAP AT25320A *8S0 AT25320A *8SSOP AT25320N *8SO
AT25640 AT25640-1.8 AT25640-1.8 *8MS AT25640-1.8 *8SO
AT25640-1.8 *8SSOP AT25640A AT25640A *8MS AT25640A *8S0
AT25640A *8SSOP AT25640N *8SO AT25C01 AT25C01 *8SO
AT25C02 AT25C02 *8SO AT25C04 AT25C04 *8SO

AT25DF021A-MHE-T *8SON

AT25DF021A-MHF-Y *8SON

AT25DF021A-MH-T *8SON

AT25DF021A-MH-Y *8SON

AT25DF021A-SSH-B *8SO

AT25DF021A-SSHF-B *8SO

AT25DF021A-SSHF-T *8SO

AT25DF021A-SSH-T *8SO

AT25DF021B-MHF-T *8SON

AT25DF021B-MHF-Y *8SON

AT25DF021B-MH-T *8SON

AT25DF021B-MH-Y *8SON

AT25DF021B-SSH-B *8S0

AT25DF021B-SSHF-B *8S0O

AT25DF021B-SSHF-T *8S0O

AT25DF021B-SSH-T *8SO

AT25DF021-MHF-T *8SON

AT25DF021-MHF-Y *8SON

AT25DF021-MH-T *8SON

AT25DF021-MH-Y *8SON

AT25DF021-SSH-B *8SO

AT25DF021-SSHF-B *8SO

AT25DF021-SSHF-T *8SO

AT25DF021-SSH-T *8SO

AT25DF041A-MHF-T *8SON

AT25DF041A-MHF-Y *8SON

AT25DF041A-MH-T *8SON

AT25DF041A-MH-Y *8SON

AT25DF041A-SH-B *8SOP

AT25DF041A-SH-T *8SOP

AT25DF041A-SSH-B *8SO

AT25DF041A-SSHF-B *8SO

AT25DF041A-SSHF-T *8SO

AT25DF041A-SSH-T *8SO

AT25DF041B-MHF-T *8SON

AT25DF041B-MHF-Y *8SON

AT25DF041B-MH-T *8SON

AT25DF041B-MH-Y *8SON

AT25DF041B-SH-B *8SOP

AT25DF041B-SH-T *8SOP

AT25DF041B-SSH-B *8SO

AT25DF041B-SSHF-B *8SO

AT25DF041B-SSHF-T *8SO

AT25DF041B-SSH-T *8SO

AT25DF081A-SSU *8SO

AT25DF081A-SU *8SOP

AT25DF081A-WBT11N *8SO

AT25DF081A-WBT11N *8SON

AT25DF081A-WDT11N *8SO

AT25DF081A-WDT11N *8SON

AT25DF081A-WDT20N *8SO

AT25DF081A-WDT20N *8SON

AT25DF081-MHN-T *8SON

AT25DF081-MHN-Y *8SON

AT25DF081-SSHN-B *8SO

AT25DF081-SSHN-T *8S0O

AT25DF161MH-T *8SON

AT25DF161MH-Y *8SON

AT25DF161-SH-B *8SOP

AT25DF161-SH-T *8SOP

AT25DF161-SSH-B *8SO

AT25DF161-SSH-T *8SO

AT25DF321A-MH-T *8SON

AT25DF321A-MH-Y *8SON

AT25DF321A-MWH-T *8SON

AT25DF321A-MWH-Y *8SON

AT25DF321A-SH-B *8SO

AT25DF321A-SH-T *8SO

AT25DF321B-MH-T *8SON

AT25DF321B-MH-Y *8SON

AT25DF321B-MWH-T *8SON

AT25DF321B-MWH-Y *8SON

AT25DF321B-SH-B *8SO

AT25DF321B-SH-T *8SO

AT25DF321-SU *8SO

AT25F1024A-MAH-T *8QFN

AT25F1024AN *8SO

AT25F1024A-SSH-B *8SO

AT25F1024A-SSH-T *8SO

AT25F1024AW *8SAP

AT25F1024AW *8SO AT25F1024AY *8SAP AT25F1024B-MAH-T *8QFN AT25F1024B-SSH-B *8SO
AT25F1024B-SSH-T *8SO AT25F1024C-MAH-T *8QFN AT25F1024C-SSH-B *8S0O AT25F1024C-SSH-T *8SO
AT25F1024N *8SO AT25F1024W *8SAP AT25F1024W *8SO AT25F2048AN *8SO
AT25F2048AW *8SO AT25F2048W *8SO AT25F512A-MAH-T *8QFN AT25F512AN *8SO
AT25F512A-SSH-B *8SO AT25F512A-SSH-T *8SO AT25F512AW *8SAP AT25F512AW *8SO
AT25F512AY *8SAP AT25F512B-MAH-T *8QFN AT25F512B-SSH-B *8SO AT25F512B-SSH-T *8SO
AT25F512C-MAH-T *8QFN AT25F512C-SSH-B *8SO AT25F512C-SSH-T *8SO AT25F512N *8SO
AT25F512W *8SAP AT25F512W *8SO AT25F512Y *8SAP AT25FS010 *8SON
AT25FS020 *8SON AT25HP256 AT25HP256 *8SSOP AT25HP256-1.8
AT25HP256-1.8 *8SSOP AT25HP256-6 *8LAP AT25HP256-8 *8LAP AT25HP512

AT25HP512 *8SSOP AT25HP512-1.8 AT25HP512-1.8 *8SSOP AT25HP512-6 *8LAP
AT25HP512-8 *8LAP AT26DF004 *8SON AT26DF004 *8SOP AT26DF004A *8SO
AT26DF004A *8SON AT26DF004A *8SOP AT26DF004A-MU *8SON AT26DF004A-SSU *8SO
AT26DF004A-SU *8SOP AT26DF004-MU *8SON AT26DF004-SSU *8SO AT26DF004-SU *8SOP
AT26DF021 *8SO AT26DF021 *8SON AT26DF021 *8SOP AT26DF041 *8SO
AT26DF041 *8SON AT26DF041 *8SOP AT26DF041A *8SO AT26DF041A *8SON
AT26DF041A *8SOP AT26DF041A-MU *8SON AT26DF041A-SU *8SOP AT26DF041-MU *8SON
AT26DF041-SU *8SOP AT26DF081 *8SO AT26DF081 *8SON AT26DF081 *8SOP
AT26DF081A *8SO AT26DF081A *8SON AT26DF081A *8SOP AT26DF081A-SSU *8SOP




AT26DF081A-SU *8SO AT26DF161 *8SO AT26DF161 *8SON AT26DF161 *8SOP
AT26DF161A-MU *8SO AT26DF161A-SSU *8SO AT26DF161A-SU *8SOP AT26DF161-MU *8SO
AT26DF161-SSU *8SO AT26DF161-SU *8SOP AT26DF321 *8SO AT26DF321 *8SON
AT26DF321 *8SOP AT26DF321A *8S0 AT26DF321A *8SON AT26DF321A *8SOP
AT26DF321A-SU *8SO AT26DF321-SU *8SO AT26F004 *8SO AT26F004 *8SON

AT26F004 *8SOP AT34C02 AT34C02 *8SSOP AT34C02B

AT34C02B *8SO AT34C02B *8SSOP AT34C02C *8BGA AT34C02C *8QFN
AT34C02C *8SO AT34C02C *8SSOP AT34C02D-CUM-T *8BGA AT34C02D-MAHM-T *8QFN
AT34C02D-SSHM-B *8SO AT34C02D-SSHM-T *8S0O AT34C02D-XHM-B *8SSOP AT34C02D-XHM-T *8SSOP
AT34C02N *8SO AT34C04-MA5M-T *8DFN AT34C04-SS5M-B *8SO AT34C04-SS5M-T *8SO

AT34C04-X5M-B *8SSOP

AT34C04-X5M-T *8SSOP

AT45D011-S *8SOP

AT45DB011B-S *8SOP

AT45DB011D-MU(page256) *8SON

AT45DB011D-MU(page264) *8SON

ATA45DB011D-SSU(page256) *8S0

AT45DB011D-SSU(page264) *8S0

AT45DB011D-SU(page256) *3SOP

AT45DB011D-SU(page264) *8SOP

AT45DB011-S *8SOP

AT45DB021D-MU(page256) *8SON

AT45DB021D-MU(page264) *8SON

AT45DB021D-SSU(page256) *8S0

AT45DB021D-SSU(page264) *850

AT45DB021D-SU(page256) *8SOP

AT45DB021D-SU(page264) *3SOP

AT45DB021-S *8SOP

AT45DB041B-CN *8MLP

AT45DB041B-S *8SOP

AT45DB041-CN *8MLP

AT45DB041D-MU(page256) *8SON

AT45DB041D-MU(page264) *8SON

AT45DB041D-SSU(page256) *8S0

AT45DB041D-SSU(page264) *850

AT45DB041D-SU(page256) *8SOP

AT45DB041D-SU(page264) *3SOP

AT45DB041-S *8SOP

AT45DB081A-CN *8MLP

AT45DB081B-CN *8MLP

AT45DB081D-MU(page256) *8MLP

AT45DB081D-MU(page264) *8MLP

AT45DB081D-SSU(page256) *850

AT45DB081D-SSU(page264) *8SO

AT45DB081D-SU(page256) *3SOP

AT45DB081D-SU(page264) *8SOP

AT45DB161A-CN *8MLP

AT45DB161B-CN *8MLP

AT45DB161D-MU(page512) *8SON

AT45DB161D-MU(page528) *8SON

AT45DB161D-SSU(page512) *8SOP  |AT45DB161D-SU(page528) *8SOP  |AT59C11 AT59C11W *8SOP
AT59C12 AT59C13 AT59C13W *8SOP AT59C22

AT59C22W *8S0OP AT93C46 AT93C46 *850 AT93C46 *8SSOP
AT93C46(x8) AT93C46(x8) *350 AT93C46(x8) *8SSOP AT93C46A

ATO3C46A *850 ATO3C46A *8TSSOP AT93C46B AT93C46B *850

AT93C46C AT93C46C *8S0 AT93C46DN-SH-B *850 AT93C46DN-SH-B(x8) *850

AT93C46DN-SH-T *8SO

ATI3C46DN-SH-T(x8) *8SO

AT93C46D-PU

AT93C46D-PU(x8)

AT93C46D-TH-B *8TSSOP

AT93C46D-TH-B(x8) *85SOP

AT93C46D-TH-T *8TSSOP

AT93C46D-TH-T(x8) *8SSOP

AT93C46DU3-UU-T *8BGA

ATI93C46DU3-UU-T(x8) *8BGA

AT93C46DY6-YH-T *8DFN

ATI3C46DY6-YH-T(x8) *8DFN

AT93C46EN-SH-B *8SO

ATI3C46EN-SH-T *8SO

AT93C46E-PU

ATI3C46E-TH-B *8TSSOP

AT93C46E-TH-T *8TSSOP AT93C46R *850 AT93C46R(x8) *850 AT93C46W *8S0P
AT93C46W(x8) *8S0P AT93C56 AT93C56 *850 AT93C56(x8)

AT93C56(x8) *850 AT93C56A ATO3C56A *850 AT93C56A *8SSOP
AT93C56A(x8) AT93C56A(x8) *850 AT93C56A(x8) *85SOP AT93C56B-CUM-T *8BGA

AT93C56B-CUM-T(x8) *8BGA

AT93C56B-SSHM-B *8S0O

AT93C56B-SSHM-B(x8) *8SO

AT93C56B-SSHM-T *8SO

AT93C56B-SSHM-T(x8) *8S0

ATI3C56B-XHM-B *8SSOP

AT93C56B-XHM-B(x8) *8SSOP

ATI3C56B-XHM-T *8SSOP

AT93C56B-XHM-T(x8) *8SSOP AT93C56R *850 AT93C56R(x8) *850 AT93C56W *8S0P
AT93C56W(x8) *8S0P AT93C57 AT93C57 *850 AT93C57(x8)

AT93C57(x8) *850 AT93C57R *850 AT93C57R(x8) *850 AT93C57W *8S0P
AT93C57W(x8) *8S0P AT93C66 AT93C66 *850 AT93C66(x8)

AT93C66(x8) *850 AT93C66A ATO3C66A *850 AT93C66A *8SSOP
AT93C66A(X8) AT93CB6A(x8) *850 AT93C66A(x8) *85SOP AT93C66B-CUM-T *8BGA

AT93C66B-CUM-T(x8) *8BGA

AT93C66B-SSHM-B *8SO

AT93C66B-SSHM-B(x8) *8SO

AT93C66B-SSHM-T *8SO

AT93C66B-SSHM-T(x8) *8SO

ATI3C66B-XHM-B *8SSOP

AT93C66B-XHM-B(x8) *8SSOP

ATI3C66B-XHM-T *8SSOP

ATI3C66B-XHM-T(x8) *8SSOP ATI3C66R *8SO AT93C66R(x8) *8SO ATI3C66W *8SOP
AT93C66W(x8) *8SOP ATI3C86 AT93C86 *8SO ATI3C86 *8SSOP
ATI3C86(x8) ATI3C86(x8) *8SO ATI3C86(x8) *8SSOP ATI3C86A
ATI3C86A *8S0O ATI3C86A *8SSOP ATI3CB6A(X8) ATI3C86A(x8) *8SO
ATI3CB86A(x8) *8SSOP

MPU

AT87F51 AT87F51 *44PLCC AT87F51RC *44PLCC AT87F52

AT87F55WD AT87F55WD *44PLCC AT87LV51 AT87LV51 *44PLCC
AT87LV52 AT87LV52 *44PLCC AT87LV55 AT87LV55 *44PLCC
AT89C1051 AT89C1051 *20S0IC AT89C1051U AT89C1051U *20S0IC
AT89C2051 AT89C2051 *20S0IC AT89C2051X2 AT89C2051X2 *20S0IC
AT89C4051 AT89C4051 *20S0IC AT89C51 AT89C51 *44PLCC
ATB89C51-5 ATB89C51-5 *44PLCC AT89C51ED2 AT89C51ED2 *44PLCC
AT89C51RB2 *44PLCC ATB89C51RC AT89C51RC *44PLCC AT89C51RC2
AT89C51RC2 *44PLCC AT89C51RD2 AT89C51RD2 *44PLCC AT89C52

AT89C52 *44PLCC AT89C52-5 AT89C52-5 *44PLCC AT89C55

ATB89C55 *44PLCC ATB89C55-5 ATB89C55-5 *44PLCC AT89C55WD
ATB89C55WD *44PLCC AT89LS51 AT89LS51 *44PLCC ATB89LS52

ATB89LS52 *44PLCC ATB89ILS53 ATB8I9LS53 *44PLCC ATB89LS8252
AT89LS8252 *44PLCC AT89LV51 AT89LV51 *44PLCC AT89LV52

ATB8ILV52 *44PLCC AT8ILV55 ATB8ILV55 *44PLCC AT89S2051
AT89S4051 AT89S51 AT89S51 *44PLCC AT89S52

ATB89S52 *44PLCC ATB89S53 ATB89S53 *44PLCC AT89S54

AT89S54 *44PLCC AT89S58 AT89S58 *44PLCC AT89S64

ATB89S64 *44PLCC AT89S8252 ATB89S8252 *44PLCC AT89S8253
AT90LS2323 ATI0LS2343 AT90LS8535 AT90S1200
AT90S1200 *20SOIC AT90S1200 *20SSOP AT90S1200A AT90S1200A *20S0IC
AT90S1200A *20SSOP AT90S2313 AT90S2313 *20SOIC AT90S2323
AT90S2343 ATO0S4414 AT90S8535 ATmegal6




ATmegal6l ATmegal6l *44PLCC ATmegal6lL ATmegal6lL *44PLCC
ATmegal62 ATmegal62L ATmegal62U ATmegal62V
ATmegal63 ATmegal63L ATmegal68 ATmegal68A
ATmegal68P ATmegal68PV ATmegal68V ATmegal6L

ATmega32 ATmega323 ATmega323L ATmega328P
ATmega32L ATmega48 ATmega48A ATmega48P
ATmegad8PA ATmega48PV ATmegad8V ATmega8

ATmega83 ATmega83L ATmega8515 ATmega8515 *44PLCC
ATmega8515L ATmega8515L *44PLCC ATmega8535 ATmega8535L
ATmega88 ATmega88A ATmega88P ATmega88PA
ATmega88PA *28MLF ATmega88PV ATmega88V ATmega8A

ATmega8L ATtiny13 ATtiny15 ATtiny2313
ATtiny2313A ATtiny25 ATtiny26 ATtiny26L

ATtiny26L *20SOIC ATtiny28L ATtiny28V ATtiny4313

T89C511B2 *44PLCC T89C511C2 *44PLCC T89C51RB2 T89C51RB2 *44PLCC
T89C51RC2 T89C51RC2 *44PLCC T89C51RD2 T89C51RD2 *44PLCC
TS87C51RB2 TS87C51RB2 *44PLCC TS87C51RC2 TS87C51RC2 *44PLCC
TS87C51RD2 TS87C51RD2 *44PLCC TS87C51U2 TS87C52X2

TS87C54X2 TSC87251G2D TSC87251G2D *44PLCC

PLD

ATF16LV8C ATF16LV8C *20PL ATF16LV8C *20SOIC ATF16LV8C *20SSOP
ATF16LV8CEXT ATF16LV8CEXT *20PL ATF16LV8CEXT *20SOIC ATF16LV8CEXT *20SSOP
ATF16V8B ATF16V8B *20PL ATF16V8B *20SOIC ATF16V8B *20SSOP
ATF16V8BQ ATF16V8BQ *20PL ATF16V8BQ *20S0OIC ATF16V8BQ *20SSOP
ATF16V8BQL ATF16V8BQL *20PL ATF16V8BQL *20S0OIC ATF16V8BQL *20SSOP
ATF16V8C ATF16V8C *20PL ATF16V8C *20SOIC ATF16V8C *20SSOP
ATF16V8CEXT ATF16V8CEXT *20PL ATF16V8CEXT *20SOIC ATF16V8CEXT *20SSOP
ATF16V8CZ ATF16V8CZ *20PL ATF16V8CZ *20SOIC ATF16V8CZ *20SSOP
ATF16V8L ATF16V8L *20PL ATF16V8L *20S0OIC ATF16V8L *20SSOP
ATF20V8B ATF20V8B *24S0IC ATF20V8BL ATF20V8BL *24S0OIC
ATF20V8BQ ATF20V8BQ *24S0IC ATF20V8BQL ATF20V8BQL *24S0IC
ATF20V8C/CQ ATF20V8C/CQ *24S0IC ATF20VBCEXT ATF20V8CEXT *24S0OIC
ATF20V8CQZ ATF20V8CQZ *24S0IC ATF22LVV10C ATF22LVV10C *24S0IC
ATF22L.V10C *24SSOP ATF22LV10C(UES) ATF22L.V10C(UES) *24S0OIC ATF22LV10C(UES) *24SSOP
ATF22LV10CEXT ATF22LV10CEXT *24S0IC ATF22LV10CEXT *24SSOP ATF22L.V10CQZ
ATF221.V10CQZ *24S0IC ATF22L.VV10CQZ *24SSOP ATF22L.V10CQZ(UES) ATF22L.V10CQZ(UES) *24S0OIC
ATF22L.V10CQZ(UES) *24SSOP ATF22L.V10CZ ATF22L.V10CZ *24S0IC ATF22L.V10CZ *24SSOP
ATF22L.V10CZ(UES) ATF22LV10CZ(UES) *24S0OIC ATF22L.V10CZ(UES) *24SSOP ATF22V10B
ATF22V10B *24S0IC ATF22V10B *24SSOP ATF22V10BQ ATF22V10BQ *24S0IC
ATF22V10BQ *24SSOP ATF22V10BQL ATF22V10BQL *24S0OIC ATF22V10BQL *24SSOP
ATF22V10C/CZ ATF22V10C/CZ *24S0IC ATF22V10C/CZ *24SSOP ATF22V10C/CZ(UES)
ATF22V10C/CZ(UES) *24S0IC ATF22V10C/CZ(UES) *24SSOP ATF22V10CEXT ATF22V10CEXT *24S0IC
ATF22V10CEXT *24SSOP ATF22V10CQ/CQZ ATF22V10CQ/CQZ *24S0IC ATF22V10CQ/CQZ *24SSOP
ATF22V10CQ/CQZ(UES) ATF22V10CQ/CQZ(UES) *24S0IC ATF22V10CQ/CQZ(UES) *24SSOP ATF22V10L
ATF22V10L *24S0IC ATF22V10L *24SSOP

E(E)PROM

AT27256 AT2732A AT27BV010 AT27BV010 *32PL
AT27BV020 AT27BV020 *32PL AT27BV040 AT27BV040 *32PL
AT27BV256 *28SOP AT27BV256 *28TS AT27BV4096 AT27BV512 *28SOP
AT27BV512 *28TS AT27C010 AT27C010 *32PL AT27C010L

AT27C010L *32PL AT27C020 AT27C020 *32PL AT27C040

AT27C040 *32PL AT27C080 AT27C080 *32PL AT27C1024
AT27C1024L AT27C128 AT27C2048 AT27C256

AT27C256R AT27C256R *28SOP AT27C256R *28TS AT27C400

AT27C4096 AT27C512 AT27C512R AT27C512R *28SOP
AT27C512R *28TS AT27C516 AT27C64 AT27HC1024
AT27HC256 AT27HC256L AT27HC256R AT27HC256RL
AT27HC64 AT27HC64L AT27LV010 AT27LV010 *32PL
AT27LVV010A AT27LV010A *32PL AT27LV020 AT27LV020 *32PL
AT27LV020A AT27LV020A *32PL AT27LVV040 AT27LV040 *32PL
AT27LVV040A AT27LV040A *32PL AT27L\/080 AT27LV080 *32PL
AT27LV1024 AT27LV256A AT27LV256A *28SOP AT27LV256A *28TS
AT27LV256R AT27LV256R *28SOP AT27LVV256R *28TS AT27LV4096
AT27LV512 *28SOP AT27LV512 *28TS AT27LV512A AT27LV512A *28SOP
AT27LV512A *28TS AT27LV512R AT27LV512R *28SOP AT27LV512R *28TS
AT28BV16 AT28BV16 *24S0OIC AT28BV16 *28TS AT28BV256

AT28BV256 *28S0IC AT28BV256 *28TS AT28BV64 AT28BV64 *28S0IC
AT28BV64 *28TS AT28BV64B AT28BV64B *28S0OIC AT28BV64B *28TS
AT28C010 AT28C010 *32PL AT28C010E AT28C010E *32PL
AT28C04 AT28C040 AT28C04E AT28C04F




AT28C16 AT28C16 *24S0IC AT28C16E AT28C16F
AT28C17 AT28C17 *2850IC AT28C17E AT28C17F

AT28C256 AT28C256 *2850IC AT28C256 *28TS AT28C256E
AT28C256E *28TS AT28C256F AT28C256F *28TS AT28C64

AT28C64 *2850IC AT28C64 *28TS AT28C64B AT28C64B *2850IC
AT28C64B *28TS AT28C64E AT28C64E *28TS AT28C64F

AT28C64F *28TS AT28C64X AT28C64X *2850IC AT28C64X *28TS
AT28HC04 AT28HC16 AT28HC16L AT28HC256
AT28HC256 *28TS AT28HC256E AT28HC256E *28TS AT28HC256F
AT28HC256F *28TS AT28HC256L AT28HC256LE AT28HC64
AT28HC64 *28TS AT28HC64B AT28HC64B *2850IC AT28HC64B *28TS
AT28HC64BF AT28HC64BF *2850IC AT28HC64BF *28TS AT28HC64L
AT28HC64L *28TS AT28LV010 AT28LV010 *32PL AT28LV256
AT28LV256 *28TS AT28LV64 AT28LV64 *28501C AT28LV64 *28TS
AT28LV64B AT28LV64B *2850IC AT28LV64B *28TS AT28MC010
AT28MC010 *32PL AT28MC020 AT28MC020 *32PL AT28MC040
AT28MC040 *32PL AT28PC64 AT28PC64 *28TS AT28PCB4E
AT28PC64E *28TS AT29BVO010A *32PL AT29BV020 *32PL AT29BVO040A
AT29C010 AT29C010 *32PL AT29C010A AT29C010A *32PL
AT29C020 AT29C020 *32PL AT29C040 AT29C040 *32PL
AT29C040A AT29C040A *32PL AT29C256 AT29C256 *28TS
AT29C257 *32PL AT29C512 AT29C512 *32PL AT29LV010

AT29L V010 *32PL AT29LV010A AT29LV010A *32PL AT29LV020

AT29L V020 *32PL AT29LV040 AT29LV040A AT29LVO40A *32PL
AT29LV256 AT29LV256 *28TS AT29LV257 AT29LV512

AT29L V512 *32PL AT49BV001 AT49BV001 *32PL AT49BV001 *32VS
AT49BV001A AT49BVO001A *32PL AT49BVO001A *32VS AT49BVO001AN
AT49BVO001AN *32PL AT49BVO001AN *32VS AT49BVO001ANT AT49BVO01ANT *32PL
AT49BVO01ANT *32VS AT49BVO01AT AT49BVO001AT *32PL AT49BVO001AT *32VS
AT49BVO00IN AT49BVO01N *32PL AT49BVO01N *32VS AT49BVOOINT
AT49BVO00INT *32PL AT49BVOOINT *32VS AT49BV001T AT49BV001T *32PL
AT49BV001T *32VS AT49BV002 AT49BV002 *32PL AT49BV002 *32VS
AT49BV002A AT49BV002A *32PL AT49BV002A *32VS AT49BV002AN
AT49BV002AN *32PL AT49BV002AN *32VS AT49BVO002ANT *32PL AT49BV002ANT *32VS
AT49BV002AT AT49BV002AT *32PL AT49BV002AT *32VS AT49BVO002N
AT49BVO002N *32PL AT49BVO02N *32VS AT49BVO002NT AT49BV002NT *32PL
AT49BVO002NT *32VS AT49BV002T AT49BV002T *32PL AT49BV002T *32VS
AT49BV010 AT49BV010 *32PL AT49BV020 AT49BV020 *32PL
AT49BV040 AT49BV040 *32PL AT49BV040A *32PL AT49BV040B *32PL
AT49BV040T AT49BV040T *32PL AT49BV512 AT49BV512 *32PL
AT49BV512 *32VS AT49BV512-V *32TS AT49F001 AT49F001 *32PL
AT49F001 *32VS AT49F001A AT49F001A *32PL AT49F001A *32VS
AT49F001AN AT49F001AN *32PL AT49F001AN *32VS AT49F001ANT *32PL
AT49F001ANT *32VS AT49F001AT AT49F001AT *32PL AT49F001AT *32VS
AT49F001N AT49F001N *32PL AT49F001N *32VS AT49F00INT
AT49F001INT *32PL AT49F00INT *32VS AT49F001T AT49F001T *32PL
AT49F001T *32VS AT49F002 AT49F002 *32PL AT49F002 *32VS
AT49F002A AT49F002A *32PL AT49F002A *32VS AT49F002AN
AT49F002AN *32PL AT49F002AN *32VS AT49F002ANT *32PL AT49F002ANT *32VS
AT49F002AT AT49F002AT *32PL AT49F002AT *32VS AT49F002N
AT49F002N *32PL AT49F002N *32VS AT49F002NT AT49F002NT *32PL
AT49F002NT *32VS AT49F002T AT49F002T *32PL AT49F002T *32VS
AT49F010 AT49F010 *32PL AT49F020 AT49F020 *32PL
AT49F040 AT49F040 *32PL AT49F040T AT49F040T *32PL
AT49F512 AT49F512 *32PL AT49F512 *32VS AT49HBV010
AT49HBV010 *32PL AT49HF010 AT49HF010 *32PL AT49HLV010
AT49HLV010 *32PL AT49LHO002 *32PL AT49LH004 *32PL AT49LHO0B4 *32PL
AT49LL020 *32PL AT49LL080 *32PL AT49L V001 AT49LV001 *32PL
AT49LV001 *32VS AT49LV001A *32PL AT49LVO01A *32VS AT49LVO01AN *32PL
AT49LVOO01AN *32VS AT49LVOOLANT *32PL AT49LVOOIANT *32VS AT49LVOO1AT *32PL
AT49LVO01AT *32VS AT49LVO0IN AT49LVO0IN *32PL AT49LVOO0IN *32VS
AT49LVOOINT AT49LVOOINT *32PL AT49LVOOINT *32VS AT49LV001T
AT49LV001T *32PL AT49LV001T *32VS AT49LV002 AT49LV002 *32PL
AT49L V002 *32VS AT49LV002A *32PL AT49LVO02A *32VS AT49LVO02AN *32PL
AT49LVO02AN *32VS AT49LVO02ANT *32PL AT49LVO02ANT *32VS AT49LV002AT *32PL
AT49LVO02AT *32VS AT49L V002N AT49L V002N *32PL AT49LVO02N *32VS
AT49LVO02NT AT49LVO02NT *32PL AT49LVO02NT *32VS AT49LV002T
AT49LV002T *32PL AT49LV002T *32VS AT49L V010 AT49LV010 *32PL
AT49LV020 AT49LV020 *32PL AT49LV040 AT49LV040 *32PL
AT49LV040T AT49LV040T *32PL AT49LW040 *32PL AT49LWO080 *32PL
ASD

E(E)PROM

E(E)PROM

[AE29F1008 |AE29F2008 |AE49F2008 | AE49F2008 *32PL




ASAHI KASEI

E(E)PROM

E(E)PROM

[AK28C64 |AK28C64F

ASI

E(E)PROM

E(E)PROM

AS27C010A AS27C010A *32PL AS27C256A AS29F010CW
AS29F040CW AS29F040ECA *32PL ASBE512K8 SMJ27C010A
SMJ27C010A *32PL SMJ27C040 SMJ27C128 SMJ27C256
SMJ27C512 SMJ28F010B

Ali

E(E)PROM

E(E)PROM

[M8720 [M8720 *32PL

AIT

SPROM

SPROM

A24C02M8 *8S0 A24C02TMX8 *8SSOP A24C04J8 *8DFN A24C04M8 *8S0
A24C04TMX8 *8SSOP A24C08J8 *8DFN A24C08M8 *8S0 A24C08TMX8 *8SSOP
A24C128M8 *8S0 A24C128TMX8 *8SSOP A24C16J8 *8DFN A24C16M8 *8S0
A24C16TMX8 *8SSOP A24C256M8 *850 A24C256 TMX8 *85SOP A24C32J8 *8DFN
A24C32M8 *8S0 A24C32TMX8 *8SSOP A24C64M8 *8S0 A24C64TMX8 *8SSOP
A241.C02J8 *8DFN A93C46 *8QFN A93C46(x8) *8QFN A93C46M8 *8S0
A93C46M8(x8) *8S0 A93C46TMX8 *8SSOP A93C46TMX8(x8) *8SSOP A93C56

A93C56 *850 A93C56 *8SSOP A93C56(x8) A93C56(x8) *8S0
A93C56(x8) *8SSOP A93C66 A93C66 *850 A93C66 *8SSOP
A93C66(x8) A93C66(x8) *8S0 A93C66(x8) *8SSOP

Actrans

E(E)PROM

E(E)PROM

AC39LV010 *32PL AC39LV010 *32TS AC39LV020 *32PL AC39LV020 *32TS
AC39LV040 *32PL AC39LV040 *32TS AC39LV512 *32PL AC39LV512 *32TS
Artschip

SPROM

SPROM

24AA32 24AA32 *8S0 24AA32 *8SOP 24AA64

24AA64 *850 24AA64 *8SOP 24LC02A 24L.C02A *8DFN
24LC02A *8MS 24LC02A *8S0 24L.C02A *8SOP 24L.C02B
24L.C02B *8DFN 24L.C02B *8MS 24L.C02B *8S0O 24L.C02B *8SOP
24LCO4A 24L.CO4A *8DFN 24LCO4A *8MS 24L.CO4A *8S0
24L.CO4A *8SOP 24L.C04B 24L.C04B *8DFN 24L.C04B *8MS
24L.C04B *8S0 24L.C04B *8SOP 24LCO8A 24L.CO8A *8DFN
24L.CO8A *8MS 24L.CO8A *8S0 24L.CO8A *8SOP 24L.C08B
24L.C08B *8DFN 24L.C08B *8MS 24L.C08B *8S0 24L.C08B *8SOP
24LC16A 24LC16A *8DFN 24LC16A *8MS 24LC16A *8S0
24LC16A *8SOP 24LC16B 24L.C16B *8DFN 24LC16B *8MS
24L.C16B *8S0O 24LC16B *8SOP 24LC32A 24LC32A *8S0
24L.C32A *8SOP 24LC32B 24LC32B *8S0 24L.C32B *8SOP
24LCB4A 24L.C64A *8S0 24L.C64A *8SOP 24L.C64B
24L.C64B *8S0 24L.C64B *8SOP

Asic Microelect




SPROM

SPROM
[AX24C02 *850 [AX24C04 *850 [AX24C08 *850 [AX24C16 *850

Aplus Flash

SPROM E(E)PROM

SPROM

AF24BC01 AF24BC01 *8S0 AF24BC01 *85SOP AF24BC02

AF24BC02 *8S0 AF24BC02 *8SSOP AF24BC04 AF24BC04 *8S0
AF24BC04 *85SOP AF24BC08 AF24BC08 *850 AF24BC08 *8SSOP
AF24BC128 AF24BC128 *8S0 AF24BC128 *8SSOP AF24BC16

AF24BC16 *8S0 AF24BC16 *8SSOP AF24BC256 AF24BC256 *8S0
AF24BC256 *8SSOP AF24BC32 AF24BC32 *8S0 AF24BC32 *8SSOP
AF24BC64 AF24BC64 *850 AF24BC64 *85SOP AF93BC46-P
AF93BC46-P(x8) AF93BC46-S *8S0 AF93BC46-S(x8) *850 AF93BC46-TS *8SSOP
AF93BC46-TS(x8) *8SSOP AF93BC56-P AF93BC56-P(x8) AF93BC56-S *850
AF93BC56-S(x8) *850 AF93BC56-TS *8SSOP AF93BC56-TS(x8) *8SSOP AF93BC66-P
AF93BC66-P(x8) AF93BC66-S *850 AF93BC66-S(x8) *850 AF93BC66-TS *85SOP
AF93BC66-TS(x8) *8SSOP AF93BC86-P AF93BC86-P(x8) AF93BC86-S *850
AF93BC86-S(x8) *850 AF93BC86-TS *85SOP AF93BC86-TS(x8) *8SSOP

E(E)PROM

|AF27C020 [AF27C020 *32PL |AF27C020 *32S0P

BOSCH

SPROM E(E)PROM

SPROM

B22AN B34AB B43AB B46AJ
B49AJ B52AP B54AH B58196
B58258 B58380 B58813

E(E)PROM

(B58331 *32PL

BOSHI

E(E)PROM

E(E)PROM

BS256 BS64 [BS8128 |BS8256
BS8512

BJX

SPROM

SPROM

BIX24LC02 BJX24LC02 *8S0 BJX24LC02 *8SSOP BIX24LC04
BIX24LC04 *8SO BJX24L.C04 *8SSOP BIX24L.C08 BJX24L.C08 *8S0
BJX24L.C08 *8SSOP BIX24LC16 BIX24LC16 *8SO BJX24LC16 *8SSOP
BENCHMARQ

E(E)PROM

E(E)PROM

BQ4010 BQ4010Y BQ4011 BQ4011Y
BQ4013 BQ4013Y BQ4014 BQ4014Y
BQ4015 BQ4015Y

BELLING




SPROM

SPROM

BL24C02 BL24C02 *8SO BL24C02 *8SSOP BL24C04

BL24C04 *8SO BL24C04 *8SSOP BL24C08 BL24C08 *8SO
BL24C08 *8SSOP BL24C128 BL24C128 *8SO BL24C128 *8SSOP
BL24C16 BL24C16 *8SO BL24C16 *8SSOP BL24C256

BL24C256 *8SO BL24C256 *8SSOP BL24C32 BL24C32 *8SO
BL24C32 *8SSOP BL24C64 BL24C64 *8SO BL24C64 *8SSOP
BL93C46DP BL93C46DP(x8) BL93C46FM *8SO BL93C46FM(x8) *8SO
BL93C46TM *8SSOP BL93C46TM(x8) *8SSOP BL93C56 BL93C56 *8SO
BL93C56 *8SSOP BL93C56(x8) BL93C56(x8) *8SO BL93C56(x8) *8SSOP
BL93C66 BL93C66 *8SO BL93C66 *8SSOP BL93C66(x8)
BL93C66(x8) *8SO BL93C66(x8) *8SSOP

Bookly Micro

SPROM

SPROM

24C02 24C02 *8DFN 24C02 *8MS 24C02 *8SO

24C02 *8SSOP 24C04 24C04 *8DFN 24C04 *8MSOP
24C04 *8SO 24C04 *8SSOP 24C08 24C08 *8DFN

24C08 *8MS 24C08 *8SO 24C08 *8SSOP 24C16

24C16 *8DFN 24C16 *8MS 24C16 *8SO 24C16 *8SSOP
24C32 24C32 *8DFP 24C32 *8MS 24C32 *8SO

24C32 *8SSOP 24C64 24C64 *8DFN 24C64 *8MS

24C64 *8SO 24C64 *8SSOP

CORERIVER

SPROM

SPROM

CR24C01 CR24C01 *8QFN CR24C01 *8SO CR24C01 *8SSOP
CR24C02 CR24C02 *8DFN CR24C02 *8S0O CR24C02 *8SSOP
CR24C04 CR24C04 *8DFN CR24C04 *8SO CR24C04 *8SSOP
CR24C08 CR24C08 *8DFN CR24C08 *8S0O CR24C08 *8SSOP
CR24C128 CR24C128 *8SO CR24C16 CR24C16 *8DFN
CR24C16 *8S0O CR24C16 *8SSOP CR24C256 CR24C256 *8SOP
CR24C32 CR24C32 *8DFP CR24C32 *8SO CR24C32 *8SSOP
CR24C64 CR24C64 *8DFN CR24C64 *8S0 CR24C64 *8SSOP
CKD Technology

SPROM

SPROM
[CKD24A02D |CKD24A02S *850

CHIPSWINNER

SPROM

SPROM

CW24C02D *8SO CW?24C02DR *8SO CW?24C02P CW24C02T *8TSSOP
CwW24C04D *8SO CW24C04DR *8SO CW24C04P CW24C04T *8TSSOP
CW24C08D *8SO CW?24C08DR *8SO CW?24C08P CW24C08T *8TSSOP
CW24C16D *8SO CW24C16DR *8SO CW24C16P CW24C16T *8TSSOP
CW24C32D *8SO CW?24C32DR *8SO CW24C32P CW24C32T *8TSSOP
CwW24C64D *8SO CW24C64DR *8SO CW24C64P CW24C64T *8TSSOP
CBC Microelectronics

SPROM

SPROM

MC24C02 MC24C02 *8SO MC24C02 *8SSOP MC24C04

MC24C04 *8SO MC24C04 *8SSOP MC24C08 MC24C08 *8SO
MC24C08 *8SSOP MC24C128 MC24C128 *8SO MC24C128 *8SSOP
MC24C16 MC24C16 *8SO MC24C16 *8SSOP MC24C16B
MC24C16B *8SO MC24C16B *8SSOP MC24C256 MC24C256 *8SO
MC24C256 *8SSOP MC24C32 MC24C32 *8S0O MC24C32 *8SSOP
MC24C64 MC24C64 *8SO MC24C64 *8SSOP




CATALYST
SPROM

SPROM

E(E)PROM

CAT1163L-25

CAT1163L-28

CAT1163L-30

CAT1163L-42

CAT1163L-45

CAT1163W-25 *8SO

CAT1163W-28 *8SO

CAT1163W-30 *8SO

CAT1163W-42 *8SO CAT1163W-45 *8SO CAT13001 *8SO CAT13001(x8) *8SO
CAT13004 *8SO CAT13004(x8) *8SO CAT13008 *8SO CAT13008(x8) *8SO
CAT13016 *8SO CAT13016(x8) *8SO CAT1320LI-25 CAT1320LI-28

CAT1320LI-30

CAT1320L1-42

CAT1320LI-45

CAT1320WI-25 *8SO

CAT1320WI-28 *8SO

CAT1320WI-30 *8SO

CAT1320WI-42 *8SO

CAT1320WI-45 *8SO

CAT1320Y1-25 *8SSOP

CAT1320Y1-28 *8SSOP

CAT1320Y1-30 *8SSOP

CAT1320Y1-42 *8SSOP

CAT1320Y1-45 *8SSOP

CAT1320ZD2I25 *8MS

CAT1320ZD2128 *8MS

CAT1320ZD2130 *8MS

CAT1320ZD2142 *8MS

CAT1320ZD2145 *8MS

CAT1321LI-25

CAT1321L1-28

CAT1321LI-30

CAT1321L1-42

CAT1321L1-45

CAT1321WI-25 *8SO

CAT1321WI-28 *8SO

CAT1321WI-30 *8SO

CAT1321WI-42 *8SO

CAT1321WI-45 *8SO

CAT1321Y1-25 *8SSOP

CAT1321Y1-28 *8SSOP

CAT1321Y1-30 *8SSOP

CAT1321Y1-42 *8SSOP

CAT1321Y1-45 *8SSOP

CAT13217D2125 *8MS

CAT1321ZD2128 *8MS

CAT1321ZD2130 *8MS

CAT1321ZD2142 *8MS CAT1321ZD2I45 *8MS CAT14002 *8SO CAT14004 *8SO
CAT14008 *8SO CAT14016 *8SO CAT24AC128 CAT24AC128J *8SO
CAT24AC128K *8SO CAT24C00J *8SO CAT24C00L CAT24C00P
CAT24C00U *8SSOP CAT24C00W *8SO CAT24C00Y *8SSOP CAT24C01

CAT24C01 *8SO CAT24C01A CAT24C01A *8SO CAT24C01B
CAT24C01B *8SO CAT24C01VP2 *8DFN CAT24C01W *8S0O CAT24C01Y *8SSOP
CAT24C01Z *8MSOP CAT24C02 CAT24C021 CAT24C021J] *8SO
CAT24C022 CAT24C022]) *8SO CAT24C023 CAT24C023J) *8SO
CAT24C02A CAT24C02HU4 *8DFN CAT24C02L CAT24C02VP2 *8DFN
CAT24C02W *8S0O CAT24C02Y *8SSOP CAT24C02Z *8MSOP CAT24C04
CAT24C041 CAT24C041J *8SO CAT24C042 CAT24C042] *8S0O
CAT24C043 CAT24C043J *8SO CAT24C04HU4 *8DFN CAT24C04L
CAT24C04VP2 *8DFN CAT24C04W *8SO CAT24C04Y *8SSOP CAT24C04Z *8MSOP
CAT24C08 CAT24C081 CAT24C081J *8SO CAT24C082
CAT24C082J *8SO CAT24C083 CAT24C083J *8SO CAT24C08HU4 *8DFN
CAT24C08L CAT24C08VP2 *8DFN CAT24C08W *8SO CAT24C08Y *8SSOP
CAT24C08Z *8MSOP CAT24C16 CAT24C161 CAT24C161J] *8SO
CAT24C162 CAT24C162]) *8SO CAT24C163 CAT24C163J *8SO
CAT24C16HU4 *8DFN CAT24C16L CAT24C16VP2 *8DFN CAT24C16W *8SO
CAT24C16Y *8SSOP CAT24C16Z *8MSOP CAT24C21]) *8SO CAT24C21L
CAT24C21P CAT24C21W *8SO CAT24C32 CAT24C32HU3 *8DFN
CAT24C32HU4 *8DFN CAT24C32L CAT24C32VP2 *8DFN CAT24C32W *8SO
CAT24C32Y *8SSOP CAT24C64 CAT24FC01 CAT24FC01J *8SO
CAT24FC02J *8SO CAT24FC02L CAT24FCO02P CAT24FC02W *8S0O
CAT24FC16 CAT24FC16J *8SO CAT24FC17 CAT24FC17J *8SO
CAT24FC256 CAT24FC256J *8SO CAT24FC256K *8SOP CAT24FC32
CAT24FC32A CAT24FC32AJ *8SO CAT24FC32AK *8SOP CAT24FC32J *8SO
CAT24FC32K *8SOP CAT24FC64 CAT24FC64J *8S0O CAT24FC64K *8SOP
CAT24FC65 CAT24FC65J *8SO CAT24FC65K *8SOP CAT24LC02
CAT24LC02A CAT24LC04 CAT24LC08 CAT24LC16
CAT24WC01 CAT24WCO01J *8SO CAT24WC02 CAT24WC02J] *8SO
CAT24WC03 CAT24WC03J *8SO CAT24WC04 CAT24WC04J *8S0O
CAT24WC05 CAT24WCO05] *8SO CAT24WC08 CAT24WCO08J *8SO
CAT24WC09 CAT24WC09J *8SO CAT24WC128 CAT24WC128J) *8SO
CAT24WC128K *8SOP CAT24WC129 CAT24WC129J) *8SO CAT24WC129K *8SOP
CAT24WC16 CAT24WC164J *8S0O CAT24WC164L CAT24WC164P
CAT24WC164W *8SO CAT24WC16J *8SO CAT24WC17 CAT24WC17J *8SO
CAT24WC256 CAT24WC256K *8SOP CAT24WC257 CAT24WC257K *8SOP
CAT24WC32 CAT24WC32] *8SO CAT24WC32K *8SOP CAT24WC33
CAT24WC33J *8S0 CAT24WC33K *8SOP CAT24WC64 CAT24WC64J *8SO
CAT24WC64K *8SOP CAT24WC65 CAT24WC65J *8SO CAT24WC65K *8SOP
CAT24WC66 CAT24WC66J *8SO CAT24WC66K *8SOP CAT25010
CAT25010HU4 *8DFN CAT25010L CAT25010P CAT25010S *8SO
CAT25010U *8SOP CAT25010V *8SO CAT25010VP2 *8DFN CAT25010Y *8SSOP
CAT25010Z *8MSOP CAT25020 CAT25020HU4 *8DFN CAT25020L
CAT25020P CAT25020S *8SO CAT25020U *8SOP CAT25020V *8SO
CAT25020VP2 *8DFN CAT25020Y *8SSOP CAT25020Z *8MSOP CAT25040
CAT25040HU4 *8DFN CAT25040L CAT25040P CAT25040S *8SO
CAT25040U *8SOP CAT25040V *8SO CAT25040VP2 *8DFN CAT25040Y *8SSOP
CAT25040Z *8MSOP CAT25080HU2 *8DFN CAT25080HU4 *8DFN CAT25080L
CAT25080V *8SO CAT25080VvP2 *8DFN CAT25080Y *8SSOP CAT25160HU2 *8DFN
CAT25160HU4 *8DFN CAT25160L CAT25160V *8SO CAT25160VP2 *8DFN
CAT25160Y *8SSOP CAT25256HU4 *8DFN CAT25256L CAT25256V *8SO
CAT25256X *8SO CAT25256Y *8SSOP CAT25256ZD *8DFN CAT25C01
CAT25C011P CAT25C011S *8SO CAT25C011U *8SOP CAT25C01P
CAT25C01S *8SO CAT25C01U *8SOP CAT25C02 CAT25C021P
CAT25C021S *8SO CAT25C022P CAT25C022S *8SO CAT25C02P




CAT25C02S *8SO CAT25C03 CAT25C03P CAT25C03S *8SO
CAT25C041P CAT25C041S *8SO CAT25C042P CAT25C042S *8SO
CAT25C04P CAT25C04S *8SO CAT25C05 CAT25C05P
CAT25C05S *8SO CAT25C08 CAT25C081P CAT25C081S *8SO
CAT25C082P CAT25C082S *8SO CAT25C08P CAT25C08S *8SO
CAT25C09 CAT25C09P CAT25C09S *8SO CAT25C11
CAT25C11P CAT25C11S *8SO CAT25C128 CAT25C128K *8SOP
CAT25C128P CAT25C128S *8SO CAT25C16 CAT25C161P
CAT25C161S *8SO CAT25C162P CAT25C162S *8SO CAT25C16P
CAT25C16S *8SO CAT25C17 CAT25C17P CAT25C17S *8SO
CAT25C256 CAT25C256K *8SOP CAT25C256P CAT25C256S *8SO
CAT25C32 CAT25C321P CAT25C321S *8SO CAT25C322P
CAT25C322S *8SO CAT25C32P CAT25C32S *8S0O CAT25C33
CAT25C33P CAT25C33S *8SO CAT25C64 CAT25C64P
CAT25C64S *8S0O CAT25C65P CAT25C65S *8SO CAT34C02
CAT34WC02 CAT34WC02 *8SO CAT35C102 CAT35C102H

CAT35C102H (x8)

CAT35C102H (x8) *8SO

CAT35C102H (x8) *8SOP

CAT35C102H *8SO

CAT35C102H *8SOP

CAT35C102I

CAT35C1021 (x8)

CAT35C102I (x8) *850

CAT35C1021 (x8) *8SOP CAT35C1021 *850 CAT35C1021 *8SOP CAT35C102P
CAT35C102P (x8) CAT35C102P (x8) *8S0 CAT35C102P (x8) *8SOP CAT35C102P *850
CAT35C102P *8SOP CAT35C104 CAT35C104H CAT35C1041
CAT35C104P CAT35C116K *8SOP CAT35C116K(x8) *8SOP CAT35C116KA *8SOP
CAT35C116KA(x8) *8SOP CAT35C116KE *8SOP CAT35C116KE(x8) *8SOP CAT35C116K]1 *8SOP
CAT35C116KI(x8) *8SOP CAT35C116P CAT35C116P(x8) CAT35C116PA
CAT35C116PA(x8) CAT35C116PE CAT35C116PE(x8) CAT35C116P!
CAT35C116PI(x8) CAT35C116S *850 CAT35C1165(x8) *8SO CAT35C116SA *850
CAT35C116SA(x8) *8S0 CAT35C116SE *8S0 CAT35C116SE(x8) *8SO CAT35C116SI *8S0
CAT35C116SI(x8) *850 CAT59C11 CAT59C11IA CAT59C11H
CAT59C11I CAT64LC10] *8S0 CAT64LC10S *8S0 CAT64LC10U *8SSOP
CAT64LCI10UR *8SSOP CAT64LC20] *8S0 CAT64LC20S *850 CAT64LC20U *8SSOP
CAT64LC20UR *8SSOP CAT64LC40] *8S0 CAT64LC40S *8S0 CAT64LC40U *8SSOP
CAT64LC40UR *8SSOP CAT93C46 CAT93C46(x8) CAT93C4611] *8S0
CAT93C4611K *8SOP CAT93C4611P CAT93C4611P(x8) CAT93C4611S *850
CAT93C4612] *850 CAT93C4612K *8SOP CAT93C4612P CAT93C4612P(x8)
CAT93C4612S *850 CAT93C4613] *8S0 CAT93C4613K *8SOP CAT93C4613P
CAT93C4613P(x8) CAT93C4613S *850 CAT93C4614] *850 CAT93C4614K *8SOP
CAT93C4614P CAT93C4614P(x8) CAT93C4614S *8S0 CAT93C4621] *8S0
CAT93C4621K *8SOP CAT93C4621P CAT93C4621S *850 CAT93C4622] *850
CAT93C4622K *8SOP CAT93C4622P CAT93C4622S *850 CAT93C4623] *8S0
CAT93C4623K *8SOP CAT93C4623P CAT93C4623S *850 CAT93C4624] *850
CAT93C4624K *8SOP CAT93C4624P CAT93C4624S *850 CAT93C4631P
CAT93C4632P CAT93C4633P CAT93C4634P CAT93C46A
CAT93C46B CAT93C46-H CAT93C46-H(x8) CAT93C46] *8S0
CAT93C46(x8) *850 CAT93C46K *8SOP CAT93C46K(x8) *8SOP CAT93C46-L
CAT93C46-L(x8) CAT93C46S *8S0 CAT93C465(x8) *8S0 CAT93C56
CAT93C56(x8) CAT93C5611P CAT93C5612P CAT93C5613P
CAT93C5614P CAT93C5621P CAT93C5622P CAT93C5623P
CAT93C5624P CAT93C5631P CAT93C5632P CAT93C5633P
CAT93C5634P CAT93C56-E CAT93C56-E(x8) CAT93C56J *850
CAT93C56J(x8) *850 CAT93C56K *8SOP CAT93C56K(x8) *8SOP CAT93C56S *850
CAT93C565(x8) *8S0 CAT93C57 CAT93C57(x8) CAT93C5711P
CAT93C5712P CAT93C5713P CAT93C5714P CAT93C5721P
CAT93C5722P CAT93C5723P CAT93C5724P CAT93C5731P
CAT93C5732P CAT93C5733P CAT93C5734P CAT93C57-E
CAT93C57-E(x8) CAT93C57J *850 CAT93C57J(x8) *850 CAT93C57K *8SOP
CAT93C57K(x8) *8S0P CAT93C57S *850 CAT93C57S(x8) *8S0 CAT93C66
CAT93C66(x8) CAT93C6611P CAT93C6612P CAT93C6613P
CAT93C6614P CAT93C6621P CAT93C6622P CAT93C6623P
CAT93C6631P CAT93C6632P CAT93C6633P CAT93C6634P
CAT93C66-E CAT93C66-E(x8) CAT93C66J *8S0 CAT93C66J(x8) *850
CAT93C66K *8SOP CAT93C66K (x8) *8SOP CAT93C66S *8S0 CAT93C665(x8) *8SO
CAT93C8611P CAT93C8612P CAT93C8613P CAT93C8614P
CAT93C8621P CAT93C8622P CAT93C8623P CAT93C8624P
CAT93C8631P CAT93C8632P CAT93C8633P CAT93C8634P
CAT93C86-C CAT93C86-C(x8) CAT93C86J *8SO CAT93C86J(x8) *8S0
CAT93C86K *8S0P CAT93C86K(x8) *8SOP CAT93C86P CAT93C86P(x8)
CAT93C86S *8S0 CAT93C865(x8) *8SO CAT93H46J *850 CAT93H46J(x8) *8SO
CAT93H46P CAT93H46P(x8) CAT93H465 *8S0 CAT93H465(x8) *850
CAT93H46U *8SSOP CAT93H46U(x8) *8SSOP CAT93HC46 CAT93HC46(x8)
CAT93HC46J *8S0 CAT93HC46J(x8) *850 CAT93HC46P CAT93HC46P(x8)
CAT93HC46S *8S0 CAT93HC465(x8) *8S0 CAT93HC46U *8SSOP CAT93HC46U(x8) *8SSOP
E(E)PROM

CAT27010 CAT27010 *32PL CAT27128A CAT27128AP
CAT27256 CAT27256P CAT27512 CAT27512P




CAT2764A CAT27C210 CAT27C210D CAT27C256
CAT27HC256 CAT28C16A CAT28C16A *24S0IC CAT28C16Al
CAT28C17A CAT28C17A *28S0IC CAT28C17Al CAT28C256
CAT28C256 *28TS CAT28C257 CAT28C257 *28TSCC CAT28C512
CAT28C512 *32PL CAT28C64A CAT28C64B CAT28C64B *28S01C
CAT28C64B *28TS CAT28C65A CAT28C65B CAT28C65B *28501C
CAT28C65B *28TS CAT28F001N-B *32PL CAT28F00LN-T *32PL CAT28F001P-B
CAT28F001P-T CAT28F010N *32PL CAT28F010NI *32PL CAT28F010P
CAT28F010PI CAT28F020N *32PL CAT28F020NI *32PL CAT28F020P
CAT28F020PI CAT28F512N *32PL CAT28F512NI *32PL CAT28F512P
CAT28F512PI CAT28LV256 CAT28LV256 *28TS CAT28LV64
CAT28LV64 *28501C CAT28LV64 *28TS CAT28LV65 CAT28LV65 *2850IC
CAT28LV65 *28TS

CYPRESS

SPROM E(E)PROM

SPROM

CY24C01-SX *8SO

CY24C01-ZX *8SSOP

CY24C02-SX *8S0O

CY24C02-ZX *8SSOP

CY24C04-SX *8SO

CY24C04-ZX *8SSOP

CY24C08-SX *8S0O

CY24C08-ZX *8SSOP

CY24C16-SX *8SO

CY24C16-ZX *8SSOP

CY93C01-SX *8S0O

CY93C01-SX(x8) *8SO

CY93C01-ZX *8SSOP

CY93CO1-ZX(x8) *8SSOP

CY93C02-SX *8SO

CY93C02-SX(x8) *8SO

CY93C02-ZX *8SSOP

CY93C02-ZX(x8) *8SSOP

CY93C04-SX *8S0O

CY93C04-SX(x8) *8SO

CY93C04-ZX *8SSOP

CY93C04-ZX(x8) *8SSOP

CY93C08-SX *8SO

CY93C08-SX(x8) *8SO

CY93C08-ZX *8SSOP

CY93C08-ZX(x8) *8SSOP

CY93C16-SX *8S0O

CY93C16-SX(x8) *8SO

CY93C16-ZX *8SSOP

CY93C16-ZX(x8) *8SSOP

FM25W256-G *8SO

E(E)PROM

SMD5962-92324

SMD5962-94599

STK11C68-C

STK11C88-NF

STK11C88-SF

STK12C68-5C

STK12C68-5K

STK12C68-C

STK12C68-PF

STK12C68-SF

STK12C68-WF

STK15C88-NF

STK15C88-SF

STK16C88-3W

STK16C88-WF

STK22C48-NF

STK22C48-SF

Chingis
SPROM

SPROM

E(E)PROM

PM25LD010C-K *8WSON

PM25LD010-K *8WSON

PM25LD020-B *8SOP

PM25LD020C-K *8WSON

PM25LD020-K *8WSON

PM25LD040-B *8SOP

PM25LD040-K *8WSON

PM25LD256C-D *8TSSOP

PM25LD256C-K *8WSON

PM25LD256C-S *8SO

PM25LD512C-K *8WSON

PM25LD512-K *8WSON

PM25L.Q032 *8SO PM25WD020C-K *8WSON PM25WD040-B *8SOP PM25WD040-K *8WSON
E(E)PROM

Pm37LV512 Pm37LV512 *32PL Pm37LV512 *32TS Pm39F010 *32PL
Pm39F010 *32TS Pm39F020 *32PL Pm39F020 *32TS Pm39F040 *32PL
Pm39F040 *32TS Pm39LV010 *32PL Pm39LV010 *32TS Pm39L V020 *32PL
Pm39LV020 *32TS Pm39LV040 *32PL Pm39LV040 *32TS Pm39LV512 *32PL
Pm39LV512 *32TS Pm49FL002T *32TS

Ceramate Technical

SPROM

SPROM

241.C02 241.C02 *8SO 241.C02 *8SSOP 241.C08

24L.C08 *8SO 24L.C08 *8SSOP 24L.C16 24L.C16 *8SO
241.C16 *8SSOP 241 LC02 241 LC02 *8SO 241 L.C02 *8SSOP
24LLC08 24LLC08 *8SO 24L.LC08 *8SSOP 24LLC16

241 LC16 *8SO 241 LC16 *8SSOP 93LC46 93L.C46 *8SO
93LC46G *8SO 93LC56 93LC56 *8SO 93LC66

93LC66G *8SO

cFeon
SPROM

E(E)PROM




SPROM

EN25F05 *8SO EN25F05-G *8SOP EN25F05-V *8WSON EN25F10 *8SO
EN25F10-G *8SOP EN25F10-W *8WSON EN25F16 EN25F16 *8SO
EN25F16 *8SOP EN25F16 *8VDFN EN25F20 *8SO EN25F20-G *8SOP
EN25F20-W *8WSON EN25F32 EN25F32 *8SO EN25F32 *8SOP
EN25F32 *8VDFN EN25F40 EN25F40 *8SO EN25F40 *8SOP
EN25F40 *8VDFN EN25F40-G *8SOP EN25F40-H *8SO EN25F40-Q
EN25F40-W *8WSON EN25F80 *8SOP EN25F80 *8VDFN EN25F80-H *8SO
EN25F80-Q EN25F80-W *8WSON EN25LF05-G *8SOP EN25LF05-V *8WSON

EN25LF10-G *8SOP

EN25LF10-W *8WSON

EN25LF20-G *8SOP

EN25LF20-W *8WSON

EN25LF40-G *8SOP EN25LF40-H *8S0 EN25LF40-Q EN25LF40-W *8WSON
EN25Q40-G *8SOP EN25Q64-H *850 EN25Q80 *8SOP EN25Q80 *8VDFN
EN25Q80A-G *8S0P EN25Q80A-H *850 EN25Q80A-Q EN25Q80A-W *8WSON
EN25T10 EN25T10 *8SOP EN25T16 EN25T16 *8SOP
EN25T20 EN25T20 *8SOP EN25T40 EN25T40 *8SOP
EN25T80 EN25T80 *8SOP
E(E)PROM
EN29F002AB EN29F002AB *32PL EN29F002ANB EN29F002ANB *32PL
EN29F002ANT EN29F002ANT *32PL EN29F002AT EN29F002AT *32PL
EN29F002B EN29F002B *32PL EN29F002NB EN29F002NB *32PL
EN29F002NT EN29F002NT *32PL EN29F002T EN29F002T *32PL
EN29F010 EN29F010 *32PL EN29F010-S *32TS EN29F512
EN29F512 *32PL EN29F512-S *32TS EN29LV010 *32PL EN29LV010-T *32TS
EN29L V040 EN29L V040 *32PL EN29L V040A *32PL EN29LV040A-S *32TS
EN29LV040-S *32TS EN29L V512 *32PL EN29LV512-S *32TS EN39LV010 *32PL
EN39LV010 *32TS
DENSE-PAC
E(E)PROM
E(E)PROM

[DPv27C101 [DPV27C101 *32PL [DPVv27C256 [DPVv27C512
DALLAS
MPU E(E)PROM
MPU

[Ds87C520 |
E(E)PROM
DS1220AB DS1220AD DS1220Y DS1225AB
DS1225AD DS1225Y DS1230AB DS1230W
DS1230Y DS1235 DS1245AD DS1245W
DS1245Y DS1249AB DS1249Y DS1250AB
DS1250W DS1250Y DS1287 DS12887
DS12887A DS12C887 DS12C887A DS12CR887
DS14287 DS1486 DS1687-3 DS1687-5
EON
SPROM E(E)PROM
SPROM
EN25F16 *8SOP EN25F16 *8VDFN EN25F32 *8SOP EN25F32*8VDFN
EN25Q16 *8SOP EN25Q16 *8VDFN EN25Q32B-Q EN25T10
EN25T20 EN25T40 EN25T80
E(E)PROM
EN27C010 EN27C010 *32PL EN27C020 EN27C020 *32PL
EN27C512 EN27C512 *28TS EN27LV010 EN27LV010 *32PL
EN27LV010B EN27LV010B *32PL EN27LV020 EN27LV020 *32PL
EN27LV020B EN27LV020B *32PL EN27LV512 EN27LV512 *28TS
EN27LV512B EN27LV512B *28TS EN29F002AB EN29F002AB *32PL
EN29F002ANB EN29F002ANB *32PL EN29F002ANT EN29F002ANT *32PL




EN29F002AT EN29F002AT *32PL EN29F002B EN29F002B *32PL
EN29F002NB EN29F002NB *32PL EN29F002NT EN29F002NT *32PL
EN29F002T EN29F002T *32PL EN29F010 EN29F010 *32PL
EN29F010-S *32TS EN29F512 EN29F512 *32PL EN29F512-S *32TS
EN29L V010 *32PL EN29LVO010-T *32TS EN29LV040 EN29L V040 *32PL
EN29LVO40A *32PL EN29LV040A-S *32TS EN29LV040-S *32TS EN29LV512 *32PL
EN29LV512-S *32TS EN39LV010 *32PL EN39LVO010 *32TS

EMTC

SPROM

SPROM

EM24C02 EM24C02 *850 EM24C02 *8SSOP EM24C08
EM24C08 *8S0 EM24C08 *8SSOP EM24C16 EM24C16 *850
EM24C16 *8SSOP EM24LC04 EM24LC04 *850 EM24LC04 *8SSOP
EFST

E(E)PROM

E(E)PROM

F49B002UA F49B002UA *32PL F49L004BA *32PL [F49L004UA *32PL
F49L040A *32PL F49L040A *32TS

EXEL

SPROM E(E)PROM

SPROM

XL24C0LA XL24CO1A *850 XL24C02 XL24C02 *8S0
XL24C04 XL24C04 *8S0 XL24C08 XL24C08 *850
XL24C16 XL24C16 *8S0 XL9020F *850 XL9020P

XL9040F *8SO XL9040P XL93C46 XL93C46 *8S0
XL93C56 XL93C56 *8SO XL93C66 XL93C66 *8S0
XL93C86 XL93C86 *8S0 XL93C86 *8SSOP XL93C86(x8)
XL93C86(x8) *8SO XL93C86(x8) *8SSOP XL93CS46 XL93CS46 *8S0
XL93CS56 XL93CS56 *850 XL93LCO6 XL93LCO6 *850
XL93LCOBA XL93LCOBA *850 XL93LC46 XL93LCA46 *8S0
XL93LCA6A XL93LC46A *850 XL93LC46B XL93LC46B *850
XL93LC56 XL93LC56 *850 XL93LC56A XL93LC56A *850
XL93LC56B XL93LC56B *850 XL93LC66 XL93LC66 *8S0
XL93LCE6A XL93LCB6A *850 XL93LC66B XL93LC66B *8SO
XL93LL46 XL93LL56 XL93LL66 XLE93C46
XLE93C56 XLE93C66 XLE93CS46 XLS93C46
XLS93C46 *850 XLS93C56 XLS93C56 *850 XLS93C66
XLS93C66 *850 XLS93CS46 XLS93CS46 *8S0 XLS93LC06
XLS93LC06 *8SO XLS93LC46 *850 XLS93LC66

E(E)PROM

XL2804A XL2816A XL2817A XL2864A
XL2865A XL28C16A XL28C16B XL28C17A
XL28C256 XL28C256 *28TS XL28C64 XL28C64B
XL28C64B *28TS XLS2864AP

EXCEL

SPROM

SPROM

ES25M16 ES25M16 *850 ES25M16 *8SOP ES25M16A *850
ES25M16A *8SON ES25M16A *8SOP ES25M40 ES25M40 *850
ES25M40 *8SOP ES25M40A *850 ES25M40A *8SON ES25M40A *8SOP
ES25M80 ES25M80 *850 ES25M80 *8SOP ES25MB0A *850
ES25M80A *8S0N ES25MB80A *8SOP ES25P10 ES25P10 *850
ES25P10 *850P ES25P16 ES25P16 *850 ES25P16 *8SOP
ES25P20 ES25P20 *850 ES25P20 *8S0P ES25P40

ES25P40 *850 ES25P40 *8SOP ES25P80 ES25P80 *850

ES25P80 *8SOP




EVERSPIN

SPROM

SPROM

[MR25H256CDC *8DFN [MR25H256MDC *8DFN

ESMT

E(E)PROM

E(E)PROM

F49B002UA F49B002UA *32PL F49L004BA *32PL [F49L004UA *32PL
F49L040A *32PL F49L040A *32TS

ESTEK

SPROM

SPROM

24C02 24C02 *850 24C02 *8SSOP 24C04

24C04 *8S0 24C04 *8SSOP 24C08 24C08 *8SO

24C08 *8SSOP 24C16 24C16 *850 24C16 *85SOP

Eorex

SPROM

SPROM

EM24LC02 *850 EMO93LC46 *8S0 EM93LC46(x8) *850 EM93LC56 *8S0
EMO93LC56(x8) *8SO EM93LC66 *850 EMO93LC66(x8) *8SO EM93LC86 *850
EM93LC86 *8SSOP EMO93LC86(x8) *850 EM93LC86(x8) *8SSOP

E-CMOS

SPROM

SPROM

EC24C02AN *8QFN EC24C02AN *8S0 EC24C02AN *8SSOP EC24C021 *8SSOP
EC24C02N *850 EC24C04AN *8QFN EC24C04AN *8SO EC24C04AN *8SSOP
EC24C041 *85S0P EC24C04N *8SO EC24C08AN *8QFN EC24C08AN *8S0
EC24C08AN *8SSOP EC24C08I *8SSOP EC24C08N *8S0 EC24C128A *8SO
EC24C128A *8SSOP EC24C16AN *8QFN EC24C16AN *850 EC24C16AN *8SSOP
EC24C16 *8SSOP EC24C16N *8SO EC24C256A *8S0 EC24C256A *8SSOP
EC24C32AN *8QFN EC24C32AN *8S0 EC24C32AN *8SSOP EC24C321 *85SOP
EC24C32N *850 EC24C64AN *850 EC24C64AN *8SSOP EC24C641 *8SSOP
EC24C64N *8S0 EC93C46AN *8S0 EC93C46AN *8SSOP EC93C46AN(x8) *850
EC93C46AN(x8) *8SSOP EC93C56AN *850 EC93C56AN *8SSOP EC93C56AN(X8) *8SO
EC93C56AN(x8) *85SOP EC93C66AN *8S0 EC93C66AN *8SSOP EC93C66AN(x8) *850
EC93C66AN(x8) *8SSOP

FORCE

SPROM E(E)PROM

SPROM

FT24C02 FT24C02 *850 FT24C02 *8SSOP FT24C02A
FT24C02A *8S0 FT24C02A *8SSOP FT24C04 FT24C04 *8S0
FT24C04 *8SSOP FT24C04A FT24C04A *850 FT24C04A *8SSOP
FT24C08 FT24C08 *8S0 FT24C08 *8SSOP FT24C08A
FT24C08A *850 FT24C08A *8SSOP FT24C128 FT24C128 *8SO
FT24C128 *8SSOP FT24C128A FT24C128A *8S0 FT24C128A *8SSOP
FT24C16 FT24C16 *850 FT24C16 *8SSOP FT24C16A
FT24C16A *8SO FT24C16A *8SSOP FT24C256 FT24C256 *8S0
FT24C256 *8SSOP FT24C256A FT24C256A *8SO FT24C256A *8SSOP
FT24C32 FT24C32 *8S0 FT24C32 *8SSOP FT24C32A
FT24C32A *850 FT24C32A *85SOP FT24C64 FT24C64 *8SO
FT24C64 *8SSOP FT24C64A FT24C64A *8S0 FT24C64A *8SSOP
E(E)PROM

FT27C010 FT27C010 *32PL FT27C020 FT27C020 *32PL
FT27C040 FT27C040 *32PL FT27C256 FT27C64




FT27HC256 FT27HC64 FT28C010 FT28C010 *32PL
FT28C020 FT28C020 *32PL FT28C040 FT28C040 *32PL

FT28C16 FT28C17 FT28C256 FT28C256 *28TS

FT28C64 FT28C64B FT28C64E FT28C64X

FT28HC256 FT28HC256 *28TS FT28HC64 FT28HTO010

FT28HTO010 *32PL

FAIRCHILD

SPROM E(E)PROM

SPROM

FM24C02 FM24C02 *850 FM24C02 *8550P FM24C02U

FM24C02U *8S0 FM24C02U *8SSOP FM24C02UF FM24C02UF *850
FM24C02UF *8SSOP FM24C03 FM24C03 *8S0 FM24C03 *8SSOP
FM24C03U FM24C03U *850 FM24C03U *8SSOP FM24C03UF

FM24C03UF *8S0 FM24C03UF *8S50P FM24C04 FM24C04 *850

FM24C04 *8550P FM24C04U FM24C04U *8S0 FM24C04U *8SSOP
FM24C04UF FM24C04UF *850 FM24C04UF *8SSOP FM24C05

FM24C05 *850 FM24C05 *8SSOP FM24C05U FM24C05U *850
FM24C05U *8SSOP FM24C05UF FM24CO05UF *8S0 FM24C05UF *8SSOP
FM24C08 FM24C08 *850 FM24C08 *8550P FM24C08U

FM24C08U *850 FM24C08U *8SSOP FM24C08UF FM24C08UF *850
FM24C08UF *8SSOP FM24C09 FM24C09 *850 FM24C09 *8SSOP
FM24C09U FM24C09U *850 FM24C09U *8SSOP FM24C09UF

FM24C09UF *850 FM24C09UF *85SOP FM24C128 FM24C128 *850
FM24C128 *8SSOP FM24C16 FM24C16 *8S0 FM24C16 *8SSOP
FM24C16U FM24C16U *850 FM24C16U *8SSOP FM24C16UF

FM24C16UF *8S0 FM24C16UF *8SS0P FM24C17 FM24C17 *850

FM24C17 *8550P FM24C17U FM24C17U *8S0 FM24C17U *8SSOP
FM24C17UF FM24C17UF *850 FM24C17UF *8SSOP FM24C256

FM24C256 *850 FM24C32 FM24C32 *850 FM24C32U

FM24C32U *850 FM24C32UF FM24C32UF *8S0 FM25C020

FM25C020 *850 FM25C040 FM25C040 *850 FM25C041

FM25C041 *850 FM25C160 FM25C160 *850 FM25C640

FM25C640 *850 FM93C06 FM93C06 *850 FM93C06 *8SSOP
FM93C46 FM93C46 *850 FM93C46 *8550P FM93C46A

FM93C46A *850 FM93C46A *8SSOP FM93CA46A(x8) FM93C46A(x8) *850
FM93CA46A(x8) *8SSOP FM93C56 FM93C56 *8S0 FM93C56 *8SSOP
FM93C56A FM93C56A *850 FM93C56A *8SSOP FM93C56A(x8)
FM93C56A(x8) *8S0 FM93C56A(x8) *8SSOP FM93C66 FM93C66 *850

FM93C66 *85SOP FM93C66A FM93C66A *8S0 FM93C66A *8SSOP
FM93CE6A(x8) FM93C66A(x8) *850 FM93CE6A(x8) *8SSOP FM93C86A

FM93C86A *850 FM93C86A *8SSOP FM93C86A(x8) FM93C86A(x8) *850
FM93CB6A(x8) *8SSOP FM93CS06 FM93CS06 *8S0 FM93CS06 *8SSOP
FM93CS46 FM93C546 *8SO FM93CS46 *8SSOP FM93CS56

FM93CS56 *850 FM93CS56 *8SSOP FM93CS66 FM93CS66 *8S0
FM93CS66 *8SSOP NM24C00 NM24C00 *8S0 NM24C00 *85SOP
NM24C00L NM24C00L *8S0 NM24C00L *85S0P NM24C00LZ

NM24C00LZ *850 NM24C00LZ *8SSOP NM24C02 NM24C02 *850

NM24C02 *8SSOP NM24CO02F NM24C02F *850 NM24C02F *8SSOP
NM24C02L NM24C02L *850 NM24C02L *85SOP NM24C02U
NM24C02UEMS *8S0 NM24C02UEMT8 *85S0P NM24C02UEN NM24C02UFEMS *850
NM24C02UFEMT8 *8SSOP NM24C02UFEN NM24C02UFLEMS *8SO NM24C02UFLEMT8 *85S0P
NM24C02UFLEN NM24C02UFLM8 *8S0 NM24C02UFLMT8 *8SSOP NM24C02UFLN
NM24C02UFLVM8 *8S0 NM24C02UFLVMT8 *8SSOP NM24C02UFLVN NM24C02UFLZEMS *850
NM24C02UFLZEMT8 *8SSOP NM24C02UFLZEN NM24C02UFLZMS8 *8S0 NM24C02UFLZMT8 *8SSOP
NM24C02UFLZN NM24C02UFLZVM8 *850 NM24C02UFLZVMT8 *8SSOP NM24C02UFLZVN
NM24C02UFMB8 *850 NM24C02UFMT8 *8SSOP NM24C02UFN NM24C02UFVM8 *850
NM24C02UFVMT8 *8SSOP NM24C02UFVN NM24C02UFZM8 *850 NM24C02UFZMT8 *8SSOP
NM24C02UFZN NM24C02UFZVM8 *8S0 NM24C02UFZVMT8 *8SSOP NM24C02UFZVN
NM24C02ULEMS *850 NM24C02ULEMTS *8SSOP NM24C02ULEN NM24C02ULM8 *850
NM24C02ULMT8 *8SSOP NM24C02ULN NM24C02ULVM8 *8S0 NM24C02ULVMT8 *8SSOP
NM24C02ULVN NM24C02ULZEMS *850 NM24C02ULZEMTS *8SSOP NM24C02ULZEN
NM24C02ULZM8 *850 NM24C02ULZMT8 *8SSOP NM24C02ULZN NM24C02ULZVM8 *850
NM24C02ULZVMT8 *8SSOP NM24C02ULZVN NM24C02UM8 *850 NM24C02UMT8 *8SSOP
NM24C02UN NM24C02UVM8 *850 NM24C02UVMT8 *85S0P NM24C02UVN

NM24C03 NM24C03 *850 NM24C03 *8SSOP NM24C03F

NM24C03F *850 NM24C03F *8SSOP NM24C03U NM24C03UEMS *850
NM24C03UEMT8 *8SSOP NM24C03UEN NM24C03UFEMS *850 NM24C03UFEMT8 *8SSOP
NM24C03UFEN NM24C03UFLEMS *8SO NM24C03UFLEMT8 *8550P NM24C03UFLEN
NM24C03UFLM8 *850 NM24C03UFLMT8 *8SSOP NM24C03UFLN NM24C03UFLVMS8 *8S0
NM24C03UFLVMT8 *8550P NM24C03UFLVN NM24C03UFLZEMS *850 NM24C03UFLZEMTS *8SSOP
NM24C03UFLZEN NM24C03UFLZM8 *850 NM24C03UFLZMT8 *85SOP NM24C03UFLZN
NM24C03UFLZVMB8 *850 NM24C03UFLZVMTS *8SSOP NM24C03UFLZVN NM24C03UFM8 *8S0
NM24C03UFMT8 *8SSOP NM24C03UFN NM24C03UFVM8 *850 NM24C03UFVMT8 *85SOP
NM24C03UFVN NM24C03ULEMS *850 NM24C03ULEMTS *8SSOP NM24C03ULEN




NM24C03ULM8 *8SO NM24C03ULMTS8 *8SSOP NM24C03ULN NM24C03ULVM8 *8SO
NM24C03ULVMT8 *8SSOP NM24C03ULVN NM24C03ULZEMS8 *8SO NM24C03ULZEMT8 *8SSOP
NM24C03ULZEN NM24C03ULZM8 *8SO NM24C03ULZMT8 *8SSOP NM24C03ULZN
NM24C03ULZVM8 *8SO NM24C03ULZVMT8 *8SSOP NM24C03ULZVN NM24C03UM8 *8SO
NM24C03UMTS8 *8SSOP NM24C03UN NM24C03UVM8 *8SO NM24C03UVMT8 *8SSOP
NM24C03UVN NM24C04 NM24C04 *8SO NM24C04 *8SSOP
NM24C04F NM24CO04F *8SO NM24C04F *8SSOP NM24C04U

NM24C04UEMS *8SO NM24C04UEMT8 *8SSOP NM24C04UEN NM24C04UFEMS8 *8SO
NM24C04UFEMTS8 *8SSOP NM24C04UFEN NM24C04UFLEMS8 *8SO NM24C04UFLEMTS8 *8SSOP
NM24C04UFLEN NM24C04UFLM8 *8SO NM24C04UFLMT8 *8SSOP NM24C04UFLN
NM24C04UFLVM8 *8SO NM24C04UFLVMTS8 *8SSOP NM24C04UFLVN NM24C04UFLZEMS8 *8SO
NM24C04UFLZEMT8 *8SSOP NM24C04UFLZEN NM24C04UFLZM8 *8SO NM24C04UFLZMT8 *8SSOP
NM24C04UFLZN NM24C04UFLZVM8 *8SO NM24C04UFLZVMT8 *8SSOP NM24C04UFLZVN
NM24C04UFM8 *8SO NM24C04UFMT8 *8SSOP NM24C04UFN NM24C04UFVM8 *8SO
NM24C04UFVMTS8 *8SSOP NM24C04UFVN NM24C04ULEMS *8SO NM24C04ULEMTS8 *8SSOP
NM24C04ULEN NM24C04ULM8 *8SO NM24C04ULMT8 *8SSOP NM24C04ULN
NM24C04ULVM8 *8SO NM24C04ULVMT8 *8SSOP NM24C04ULVN NM24C04ULZEMS *8SO
NM24C04ULZEMT8 *8SSOP NM24C04ULZEN NM24C04ULZM8 *8SO NM24C04ULZMT8 *8SSOP
NM24C04ULZN NM24C04ULZVM8 *8SO NM24C04ULZVMT8 *8SSOP NM24C04ULZVN
NM24C04UM8 *8SO NM24C04UMT8 *8SSOP NM24C04UN NM24C04UVM8 *8SO
NM24C04UVMT8 *8SSOP NM24C04UVN NM24C05 NM24C05 *8SO

NM24C05 *8SSOP NM24C05F NM24C05F *8SO NM24C05F *8SSOP
NM24C05U NM24C05UEMS8 *8SO NM24CO5UEMTS *8SSOP NM24C05UEN
NM24C05UFEM8 *8SO NM24CO5UFEMT8 *8SSOP NM24C05UFEN NM24CO5UFLEMS *8SO
NM24CO5UFLEMTS8 *8SSOP NM24C05UFLEN NM24C0O5UFLM8 *8SO NM24CO5UFLMT8 *8SSOP
NM24C05UFLN NM24C05UFLVM8 *8SO NM24C05UFLVMT8 *8SSOP NM24C05UFLVN
NM24C05UFLZEMS8 *8SO NM24C05UFLZEMTS8 *8SSOP NM24C0O5UFLZEN NM24C05UFLZM8 *8SO
NM24C05UFLZMT8 *8SSOP NM24C05UFLZN NM24C05UFLZVM8 *8SO NM24C05UFLZVMT8 *8SSOP
NM24C05UFLZVN NM24C05UFM8 *8SO NM24CO5UFMT8 *8SSOP NM24CO5UFN
NM24C05UFVM8 *8SO NM24C05UFVMT8 *8SSOP NM24C05UFVN NM24C05ULEMS *8SO
NM24CO5ULEMT8 *8SSOP NM24CO5ULEN NM24C05ULM8 *8SO NM24C05ULMTS8 *8SSOP
NM24C05ULN NM24C05ULVM8 *8SO NM24C05ULVMT8 *8SSOP NM24C05ULVN
NM24C05ULZEMS *8SO NM24CO5ULZEMT8 *8SSOP NM24C05ULZEN NM24C05ULZM8 *8SO
NM24C05ULZMT8 *8SSOP NM24C05ULZN NM24C05ULZVM8 *8SO NM24C05ULZVMT8 *8SSOP
NM24C05ULZVN NM24C05UM8 *8SO NM24C05UMTS8 *8SSOP NM24C05UN
NM24C05UVM8 *8SO NM24C05UVMT8 *8SSOP NM24C05UVN NM24C05UZM8 *8SO
NM24C05UZMT8 *8SSOP NM24C05UZN NM24C05UZVM8 *8SO NM24C05UZVMT8 *8SSOP
NM24C05UZVN NM24C08 NM24C08 *8SO NM24C08 *8SSOP
NM24CO08F NM24CO08F *8SO NM24C08F *8SSOP NM24C08U
NM24C08UFLEMS8 *8SO NM24C08UFLEMTS8 *8SO NM24C08UFLEN NM24C08UFLM8 *8SO
NM24C08UFLMTS8 *8SO NM24C08UFLN NM24C08UFLVM8 *8SO NM24C08UFLVMTS8 *8SO
NM24C08UFLVN NM24C08UFLZEMS8 *8SO NM24C08UFLZEMTS8 *8SO NM24C08UFLZEN
NM24C08UFLZM8 *8SO NM24C08UFLZMT8 *8SO NM24C08UFLZN NM24C08UFLZVM8 *8SO
NM24C08UFLZVMT8 *8SO NM24C08UFLZVN NM24C08ULEMS8 *8SO NM24C08ULEMTS *8SO
NM24C08ULEN NM24C08ULM8 *8SO NM24C08ULMT8 *8SO NM24C08ULN
NM24C08ULVM8 *8SO NM24C08ULVMT8 *8SO NM24C08ULVN NM24C08ULZEMS *8SO
NM24C08ULZEMTS8 *8SO NM24C08ULZEN NM24C08ULZM8 *8SO NM24C08ULZMT8 *8SO
NM24C08ULZN NM24C08ULZVM8 *8SO NM24C08ULZVMT8 *8SO NM24C08ULZVN

NM24C09 NM24C09 *8SO NM24C09 *8SSOP NM24CO09F

NM24C09F *8SO NM24C09F *8SSOP NM24C09U NM24C09UFLEMS *8SO
NM24C09UFLEMTS *8SO NM24C09UFLEN NM24C09UFLM8 *8SO NM24C09UFLMTS8 *8SO
NM24C09UFLN NM24C09UFLVM8 *8SO NM24C09UFLVMTS8 *8SO NM24C09UFLVN
NM24C09UFLZEMS8 *8SO NM24C09UFLZEMTS8 *8SO NM24C09UFLZEN NM24C09UFLZM8 *8SO
NM24C09UFLZMT8 *8SO NM24C09UFLZN NM24C09UFLZVM8 *8SO NM24C09UFLZVMTS8 *8SO
NM24C09UFLZVN NM24C09ULEMS *8SO NM24CO09ULEMTS8 *8SO NM24C09ULEN
NM24C09ULM8 *8SO NM24C09ULMT8 *8SO NM24C09ULN NM24C09ULVMS8 *8SO
NM24C09ULVMT8 *8SO NM24C09ULVN NM24C09ULZEMS *8SO NM24C09ULZEMTS8 *8SO
NM24C09ULZEN NM24C09ULZM8 *8SO NM24C09ULZMT8 *8SO NM24C09ULZN
NM24C09ULZVM8 *8SO NM24C09ULZVMT8 *8SO NM24C09ULZVN NM24C16

NM24C16 *8SO NM24C16 *8SSOP NM24C16F NM24C16F *8SO

NM24C16F *8SSOP NM24C16U NM24C16UFLEMS8 *8SO NM24C16UFLEMTS8 *8TSSOP
NM24C16UFLEN NM24C16UFLM8 *8SO NM24C16UFLMT8 *8TSSOP NM24C16UFLN
NM24C16UFLVM8 *8SO NM24C16UFLVMTS8 *8TSSOP NM24C16UFLVN NM24C16UFLZEMS *8SO
NM24C16UFLZEMT8 *8TSSOP NM24C16UFLZEN NM24C16UFLZM8 *8SO NM24C16UFLZMT8 *8TSSOP
NM24C16UFLZN NM24C16UFLZVM8 *8SO NM24C16UFLZVMT8 *8TSSOP NM24C16UFLZVN
NM24C16UFTLEMS *8SO NM24C16UFTLEMT8 *8TSSOP NM24C16UFTLEN NM24C16UFTLMS8 *8SO
NM24C16UFTLMT8 *8TSSOP NM24C16UFTLN NM24C16UFTLVMS8 *8SO NM24C16UFTLVMT8 *8TSSOP
NM24C16UFTLVN NM24C16UFTLZEMS8 *8SO NM24C16UFTLZEMT8 *8TSSOP NM24C16UFTLZEN
NM24C16UFTLZM8 *8SO NM24C16UFTLZMT8 *8TSSOP NM24C16UFTLZN NM24C16UFTLZVM8 *8S0O
NM24C16UFTLZVMT8 *8TSSOP NM24C16UFTLZVN NM24C16ULEMS *8SO NM24C16ULEMT8 *8TSSOP
NM24C16ULEN NM24C16ULM8 *8SO NM24C16ULMT8 *8TSSOP NM24C16ULN
NM24C16ULVM8 *8SO NM24C16ULVMT8 *8TSSOP NM24C16ULVN NM24C16ULZEMS *8SO
NM24C16ULZEMTS8 *8TSSOP NM24C16ULZEN NM24C16ULZM8 *8SO NM24C16ULZMT8 *8TSSOP
NM24C16ULZN NM24C16ULZVM8 *8SO NM24C16ULZVMT8 *8TSSOP NM24C16ULZVN
NM24C16UTLEMS8 *8SO NM24C16UTLEMTS8 *8TSSOP NM24C16UTLEN NM24C16UTLM8 *8SO
NM24C16UTLMT8 *8TSSOP NM24C16UTLN NM24C16UTLVMS8 *8SO NM24C16UTLVMT8 *8TSSOP
NM24C16UTLVN NM24C16UTLZEMS8 *8SO NM24C16UTLZEMTS8 *8TSSOP NM24C16UTLZEN
NM24C16UTLZM8 *8SO NM24C16UTLZMT8 *8TSSOP NM24C16UTLZN NM24C16UTLZVM8 *8SO




NM24C16UTLZVMT8 *8TSSOP NM24C16UTLZVN NM24C17 NM24C17 *8SO

NM24C17 *8SSOP NM24C17F NM24C17F *8SO NM24C17F *8SSOP
NM24C17U NM24C17UFLEMS8 *8SO NM24C17UFLEMTS8 *8TSSOP NM24C17UFLEN
NM24C17UFLM8 *8SO NM24C17UFLMT8 *8TSSOP NM24C17UFLN NM24C17UFLVM8 *8SO
NM24C17UFLVMT8 *8TSSOP NM24C17UFLVN NM24C17UFLZEMS *8SO NM24C17UFLZEMT8 *8TSSOP
NM24C17UFLZEN NM24C17UFLZM8 *8SO NM24C17UFLZMT8 *8TSSOP NM24C17UFLZN
NM24C17UFLZVMS8 *8SO NM24C17UFLZVMT8 *8TSSOP NM24C17UFLZVN NM24C17UFTLEMS *8SO
NM24C17UFTLEMT8 *8TSSOP NM24C17UFTLEN NM24C17UFTLM8 *8SO NM24C17UFTLMTS8 *8TSSOP
NM24C17UFTLN NM24C17UFTLVM8 *8SO NM24C17UFTLVMT8 *8TSSOP NM24C17UFTLVN
NM24C17UFTLZEMS8 *8SO NM24C17UFTLZEMT8 *8TSSOP NM24C17UFTLZEN NM24C17UFTLZM8 *8SO
NM24C17UFTLZMT8 *8TSSOP NM24C17UFTLZN NM24C17UFTLZVMS8 *8SO NM24C17UFTLZVMT8 *8TSSOP
NM24C17UFTLZVN NM24C17ULEMS *8SO NM24C17ULEMTS8 *8TSSOP NM24C17ULEN
NM24C17ULM8 *8SO NM24C17ULMT8 *8TSSOP NM24C17ULN NM24C17ULVMS8 *8SO
NM24C17ULVMT8 *8TSSOP NM24C17ULVN NM24C17ULZEMS8 *8SO NM24C17ULZEMT8 *8TSSOP
NM24C17ULZEN NM24C17ULZM8 *8SO NM24C17ULZMT8 *8TSSOP NM24C17ULZN
NM24C17ULZVM8 *8SO NM24C17ULZVMT8 *8TSSOP NM24C17ULZVN NM24C17UTLEMS *8SO
NM24C17UTLEMTS8 *8TSSOP NM24C17UTLEN NM24C17UTLM8 *8SO NM24C17UTLMT8 *8TSSOP
NM24C17UTLN NM24C17UTLVMS8 *8SO NM24C17UTLVMT8 *8TSSOP NM24C17UTLVN
NM24C17UTLZEMS8 *8SO NM24C17UTLZEMTS8 *8TSSOP NM24C17UTLZEN NM24C17UTLZM8 *8SO
NM24C17UTLZMT8 *8TSSOP NM24C17UTLZN NM24C17UTLZVM8 *8SO NM24C17UTLZVMT8 *8TSSOP
NM24C17UTLZVN NM24C32 NM24C32 *8SO NM24C32F

NM24C32F *8SO NM24C32U NM24C65 NM24C65 *8SO

NM24C65F NM24C65F *8SO NM24C65U NM24W02

NM24W02 *8SO NM24W02 *8SSOP NM24W02L NM24W02L *8SO
NM24W02L *8SSOP NM24W02M8 *8SO NM24W02MT8 *8SSOP NM24W02N

NM24W02UEM8 *8SO NM24W02UEMT8 *8SSOP NM24WO02UEN NM24WO02UFEM8 *8S0O
NM24W02UFEMTS8 *8SSOP NM24WO02UFEN NM24WO02UFLEMS8 *8SO NM24WO02UFLEMTS8 *8SSOP
NM24WO02UFLEN NM24WO02UFLM8 *8SO NM24W02UFLMT8 *8SSOP NM24WO02UFLN
NM24W02UFLVM8 *8SO NM24WO02UFLVMT8 *8SSOP NM24WO02UFLVN NM24W02UFLZEMS8 *8SO
NM24W02UFLZEMTS8 *8SSOP NM24WO02UFLZEN NM24WO02UFLZM8 *8SO NM24WO02UFLZMT8 *8SSOP
NM24WO02UFLZN NM24W02UFLZVM8 *8SO NM24WO02UFLZVMT8 *8SSOP NM24WO02UFLZVN
NM24W02UFM8 *8SO NM24W02UFMT8 *8SSOP NM24WO02UEN NM24W02UFVM8 *8SO
NM24W02UFVMTS8 *8SSOP NM24W02UFVN NM24W02UFZM8 *8SO NM24W02UFZMT8 *8SSOP
NM24WO02UFZN NM24W02UFZVM8 *8S0O NM24W02UFZVMT8 *8SSOP NM24W02UFZVN
NM24W02ULEMS8 *8SO NM24WO02ULEMTS8 *8SSOP NM24WO02ULEN NM24W02ULM8 *8SO
NM24W02ULMT8 *8SSOP NM24W02ULN NM24W02ULVM8 *8SO NM24W02ULVMT8 *8SSOP
NM24W02ULVN NM24W02ULZEM8 *8SO NM24W02ULZEMT8 *8SSOP NM24WO02ULZEN
NM24W02ULZM8 *8SO NM24W02ULZMT8 *8SSOP NM24W02ULZN NM24W02ULZVM8 *8SO
NM24W02ULZVMT8 *8SSOP NM24W02ULZVN NM24W02UM8 *8SO NM24W02UMT8 *8SSOP
NM24WO02UN NM24W02UVM8 *8SO NM24W02UVMT8 *8SSOP NM24W02UVN

NM24W03 NM24W03 *8SO NM24W03 *8SSOP NM24WO03UEMS8 *8SO
NM24W03UEMT8 *8SSOP NM24WO3UEN NM24WO03UFEM8 *8SO NM24WO3UFEMT8 *8SSOP
NM24WO3UFEN NM24WO3UFLEMS8 *8SO NM24WO3UFLEMTS8 *8SSOP NM24WO3UFLEN
NM24WO03UFLM8 *8SO NM24WO3UFLMT8 *8SSOP NM24WO3UFLN NM24WO03UFLVM8 *8S0O
NM24WO03UFLVMTS8 *8SSOP NM24WO3UFLVN NM24WO03UFLZEMS8 *8SO NM24WO3UFLZEMTS8 *8SSOP
NM24WO3UFLZEN NM24WO03UFLZM8 *8SO NM24WO3UFLZMT8 *8SSOP NM24WO3UFLZN
NM24WO03UFLZVM8 *8SO NM24WO3UFLZVMT8 *8SSOP NM24WO0O3UFLZVN NM24WO03UFM8 *8SO
NM24WO03UFMT8 *8SSOP NM24WO3UFN NM24WO03UFVM8 *8SO NM24WO03UFVMT8 *8SSOP
NM24WO03UFVN NM24WO03ULEMS8 *8SO NM24WO03ULEMTS8 *8SSOP NM24WO3ULEN
NM24W03ULM8 *8SO NM24WO03ULMT8 *8SSOP NM24WO03ULN NM24W03ULVM8 *8SO
NM24W03ULVMT8 *8SSOP NM24WO03ULVN NM24WO03ULZEMS *8SO NM24WO03ULZEMTS8 *8SSOP
NM24WO03ULZEN NM24W03ULZM8 *8SO NM24W03ULZMT8 *8SSOP NM24WO03ULZN
NM24W03ULZVM8 *8SO NM24WO03ULZVMT8 *8SSOP NM24WO03ULZVN NM24W03UM8 *8SO
NM24W03UMT8 *8SSOP NM24WO03UN NM24W03UVM8 *8SO NM24WO03UVMT8 *8SSOP
NM24WO03UVN NM24W04 NM24W04 *88SSOP NM24W04 *8SO

NM24W04L NM24WO04L *8SO NM24W04L *8SSOP NM24W04M8 *8SO
NM24W04MT8 *8SSOP NM24W04N NM24W04UEMS8 *8SO NM24WO04UEMTS8 *8SSOP
NM24WO04UEN NM24WO04UFEMS8 *8S0O NM24W04UFEMT8 *8SSOP NM24WO04UFEN
NM24WO04UFLEMS8 *8SO NM24WO04UFLEMTS8 *8SSOP NM24WO04UFLEN NM24WO04UFLM8 *8SO
NM24W04UFLMT8 *8SSOP NM24WO04UFLN NM24WO04UFLVM8 *8SO NM24WO04UFLVMT8 *8SSOP
NM24WO04UFLVN NM24WO04UFLZEMS8 *8SO NM24WO04UFLZEMTS8 *8SSOP NM24WO04UFLZEN
NM24WO04UFLZM8 *8SO NM24WO04UFLZMT8 *8SSOP NM24WO04UFLZN NM24WO04UFLZVM8 *8SO
NM24WO04UFLZVMT8 *8SSOP NM24WO04UFLZVN NM24W04UFM8 *8SO NM24WO04UFMT8 *8SSOP
NM24WO04UFEN NM24W04UFVM8 *8SO NM24W04UFVMT8 *8SSOP NM24WO04UFVN
NM24W04ULEMS8 *8SO NM24WO04ULEMTS8 *8SSOP NM24WO04ULEN NM24W04ULM8 *8SO
NM24W04ULMT8 *8SSOP NM24WO04ULN NM24W04ULVMS8 *8SO NM24W04ULVMT8 *8SSOP
NM24W04ULVN NM24W04ULZEMS *8SO NM24W04ULZEMT8 *8SSOP NM24WO04ULZEN
NM24W04ULZM8 *8SO NM24W04ULZMT8 *8SSOP NM24W04ULZN NM24W04ULZVM8 *8SO
NM24W04ULZVMT8 *8SSOP NM24W04ULZVN NM24W04UM8 *8SO NM24W04UMT8 *8SSOP
NM24W04UN NM24W04UVM8 *8SO NM24W04UVMT8 *8SSOP NM24W04UVN

NM24W05 NM24W05 *8SO NM24W05 *8SSOP NM24WO05UEM8 *8SO
NM24WO05UEMT8 *8SSOP NM24WO5UEN NM24WO5UFEM8 *8SO NM24WO5UFEMT8 *8SSOP
NM24WO05UFEN NM24WO5UFLEMS8 *8SO NM24WO5UFLEMTS8 *8SSOP NM24WO5UFLEN
NM24WO5UFLM8 *8SO NM24WO5UFLMT8 *8SSOP NM24WO5UFLN NM24WO05UFLVM8 *8SO
NM24WO5UFLVMTS8 *8SSOP NM24WO5UFLVN NM24WO5UFLZEMS8 *8SO NM24WO5UFLZEMTS8 *8SSOP
NM24WO5UFLZEN NM24WO05UFLZM8 *8SO NM24WO5UFLZMT8 *8SSOP NM24WO5UFLZN
NM24WO05UFLZVM8 *8SO NM24WO5UFLZVMT8 *8SSOP NM24WO5UFLZVN NM24WO05UFM8 *8SO
NM24WO5UFMT8 *8SSOP NM24WO5UFN NM24WO05UFVM8 *8SO NM24WO05UFVMT8 *8SSOP




NM24W05UFVN NM24W05ULEMS *8S0 NM24W05ULEMT8 *8SSOP NM24WO05ULEN
NM24W05ULM8 *8SO NM24W05ULMT8 *8SSOP NM24W05ULN NM24W05ULVMB8 *8S0
NM24W05ULVMT8 *8SSOP NM24W05ULVN NM24W05ULZEMSB *8S0 NM24W05ULZEMTS *8SSOP
NM24W05ULZEN NM24W05ULZMB8 *8S0 NM24W05ULZMT8 *8SSOP NM24W05ULZN
NM24W05ULZVM8 *8S0 NM24W05ULZVMT8 *8SSOP NM24W05ULZVN NM24W05UM8 *8S0
NM24W05UMT8 *8SSOP NM24W05UN NM24W05UVM8 *8SO NM24W05UVMT8 *8SSOP
NM24W05UVN NM24W05UZM8 *8S0 NM24W05UZMT8 *8SSOP NM24W05UZN
NM24W05UZVM8 *8SO NM24W05UZVMT8 *8SSOP NM24W05UZVN NM24W08

NM24W08 *8S0 NM24W08M8 *8S0 NM24W0BMT8 *8SSOP NM24W08N
NM24W0BUFLEMS *8SO NM24W0BUFLEMTS *8S0 NM24W0BUFLEN NM24W0BUFLM8 *8SO
NM24W0BUFLMT8 *8S0 NM24WO08UFLN NM24W0BUFLVMS8 *8S0 NM24W08UFLVMT8 *8S0
NM24W0BUFLVN NM24W0BUFLZEMS *8S0 NM24W0BUFLZEMT8 *8S0 NM24W0BUFLZEN
NM24W0BUFLZMS *8S0 NM24W0BUFLZMT8 *8S0 NM24W0BUFLZN NM24W08UFLZVMS8 *8S0
NM24W0BUFLZVMTS *8S0 NM24W0BUFLZVN NM24W0BULEMS *8S0 NM24W0BULEMTS *8S0
NM24W0BULEN NM24W08ULMS *8S0 NM24W08ULMT8 *8SO NM24W0BULN
NM24W08ULVMB8 *8SO NM24W0BULVMTS *8S0 NM24W0BULVN NM24W08ULZEMS8 *8S0
NM24W0BULZEMTS *8SO NM24W0BULZEN NM24W08ULZM8 *8SO NM24W08ULZMT8 *8S0O
NM24W0BULZN NM24W08ULZVM8 *8S0 NM24W0BULZVMT8 *8S0 NM24W0BULZVN
NM24W09 NM24W09 *8S0 NM24W09UFLEMS *8S0 NM24W09UFLEMTS *8S0
NM24W09UFLEN NM24W09UFLM8 *8SO NM24W09UFLMT8 *8SO NM24W09UFLN
NM24W09UFLVM8 *8S0 NM24W09UFLVMT8 *8S0 NM24W09UFLVN NM24W09UFLZEMS *8S0
NM24W09UFLZEMT8 *8S0 NM24W09UFLZEN NM24W09UFLZM8 *8SO NM24W09UFLZMT8 *8S0
NM24W09UFLZN NM24W09UFLZVMB8 *8S0 NM24W09UFLZVMT8 *8S0 NM24WO09UFLZVN
NM24W09ULEMS *8SO NM24W09ULEMTS *8S0 NM24W09ULEN NM24W09ULM8 *8SO
NM24W09ULMT8 *8SO NM24WO09ULN NM24W09ULVMB8 *8S0 NM24W09ULVMTS *8S0
NM24W09ULVN NM24W09ULZEMS8 *8S0 NM24W09ULZEMTS *8S0 NM24W09ULZEN
NM24W09ULZM8 *8SO NM24W09ULZMT8 *8S0 NM24W09ULZN NM24W09ULZVM8 *8S0
NM24W09ULZVMT8 *8S0 NM24W09ULZVN NM24W16M8 *8SO NM24W16MT8 *8SSOP
NM24W16N NM25C020 NM25C020 *8S0 NM25C040

NM25C040 *8SO NM25C041 NM25C041 *8S0 NM25C160

NM25C160 *8S0 NM25C640 NM25C640 *8S0 NM34C02

NM34C02L NM34C02LZ NM34W02 NM93C06

NM93C06 *8S0 NM93C06 *8SSOP NM93C06L NM93CO06L *8S0
NM93C06L *8SSOP NM93C46 NM93C46 *8SO NM93C46 *8SSOP
NM93C46A NMO93C46A *8S0 NM93C46A *8SSOP NMO93C46A(x8)
NM93C46A(x8) *8S0 NM93C46A(x8) *8SSOP NM93C46AL(x8) NM93C46L (x8)
NMO93C46T(x8) NMO93C46T(x8) *8S0 NM93C56 NM93C56 *8S0

NM93C56 *8SSOP NM93C56A NM93C56A *8S0 NM93C56A *8SSOP
NM93C56A(x8) NM93C56A(x8) *8S0 NM93C56A(x8) *8SSOP NM93C56L(x8)

NM93C66 NM93C66 *8SO NM93C66 *8SSOP NM93C66A

NM93C66A *8S0 NM93C66A *8SSOP NM93C66A(x8) NMO93C66A(x8) *8S0
NM93C66A(x8) *8SSOP NM93C66L(x8) NM93C86A NM93C86A *8S0
NM93C86A *8SSOP NM93C86A(x8) NM93C86A(x8) *8S0 NM93C86A(x8) *8SSOP
NM93C86L(x8) NM93CS06 NM93CS06 *8SO NM93CS06 *8SSOP
NM93CS46 NM93CS46 *8SO NM93CS46 *8SSOP NM93CS56

NM93CS56 *8SO NM93CS56 *8SSOP NM93CS66 NM93CS66 *8SO
NM93CS66 *8SSOP NMC9346 NMC9346 *8S0 NMC9346 *8SSOP
NMC93C46 NMC93C46 *8S0 NMC93C46 *8SSOP NMC93C46A

NMC93C46A *8S0 NMC93C46A *8SSOP NMC93C56 NMC93C56 *8S0
NMC93C56 *8SSOP NMC93C66 NMC93C66 *8S0 NMC93C66 *8SSOP
NMC93C66A NMC93C66A *8S0 NMC93CS06 NMC93CS06 *850
NMC93CS06 *8SSOP NMC93CS06L NMC93CS06LZ NMC93CS46

NMC93CS46 *8S0 NMC93CS46 *8SSOP NMC93CS46L NMC93CS46LZ
NMC93CS56 NMC93CS56 *8S0 NMC93CS56 *8SSOP NMC93CS56L
NMC93CS56LZ NMC93CS66 NMC93CS66 *8S0 NMC93CS66 *8SSOP
NMC93CS66L NMC93CS66LZ

E(E)PROM

FM27C010 FM27C010 *32PL FM27C040 FM27C040 *32PL
FM27C256 FM27C256Q FM27C512 FM27C512Q

NM27C010 NM27C010 *32PL NM27C020 NM27C020 *32PL
NM27C020Q NM27C040 NM27C040 *32PL NM27C040Q

NM27C128Q NM27C210 NM27C240 NM27C256

NM27C256Q NM27C32B NM27C32BQ NM27C512

NM27C512Q NM27LV010 NM27LV010 *32PL NM27LV210

NM27LV512 NM27P040 NM27P040 *32PL NM27P512

NMC27C010 NMC27C010 *32PL NMC27C020 NMC27C128

NMC27C256 NMC27C256B NMC27C256Q NMC27C512
NMC27C512A NMC27C512AN NMC27C64 NMC27C64Q
NMC27LV010B

FUDAN

SPROM




SPROM

FM24C02 FM24C02 *8SO FM24C02 *8SSOP FM24C02A
FM24C02A *8SO FM24C02A *8SSOP FM24C02B FM24C02B *8DFN
FM24C02B *8SO FM24C02B *8SSOP FM24C02C FM24C02C *8SO
FM24C02C *8SSOP FM24C04 FM24C04 *8SO FM24C04 *8SSOP
FM24C04A FM24C04A *8SO FM24C04A *8SSOP FM24C04B
FM24C04B *8DFN FM24C04B *8S0O FM24C04B *8SSOP FM24C08

FM24C08 *8SO FM24C08 *8SSOP FM24C08A FM24C08A *8SO
FM24C08A *8SSOP FM24C08B FM24C08B *8DFN FM24C08B *8SO
FM24C08B *8SSOP FM24C1024A FM24C1024A *8SO FM24C1024A *8SSOP
FM24C128A FM24C128A *8MSOP FM24C128A *8QFN FM24C128A *8S0O
FM24C128A *8SSOP FM24C16 FM24C16 *8SO FM24C16 *8SSOP
FM24C16A FM24C16A *8SO FM24C16A *8SSOP FM24C16B
FM24C16B *8DFN FM24C16B *8SO FM24C16B *8SSOP FM24C256A
FM24C256A *8MSOP FM24C256A *8QFN FM24C256A *8SO FM24C256A *8SSOP
FM24C32 FM24C32 *8SO FM24C32 *8SSOP FM24C32A
FM24C32A *8QFN FM24C32A *8S0 FM24C32A *8SSOP FM24C512A
FM24C512A *8SO FM24C512A *8SSOP FM24C64 FM24C64 *8SO
FM24C64 *8SSOP FM24C64A FM24C64A *8DFN FM24C64A *8SO
FM24C64A *8SSOP FM93C46 FM93C46 *8QFN FM93C46 *8SO
FM93C46 *8SSOP FM93C46(x8) FM93C46(x8) *8QFN FM93C46(x8) *850
FM93C46(x8) *8SSOP FM93C56 FM93C56 *8QFN FM93C56 *8SO
FM93C56 *8SSOP FM93C56(x8) FM93C56(x8) *8QFN FM93C56(x8) *8S0
FM93C56(x8) *8SSOP FM93C66 FM93C66 *8QFN FM93C66 *8SO
FM93C66 *8SSOP FM93C66(x8) FM93C66(x8) *8QFN FM93C66(x8) *8S0
FM93C66(x8) *8SSOP

FUJITSU

SPROM E(E)PROM

SPROM

MB85RS256PNF *8SO S25FL008A *8SON S25FL008D *8SO S25FL008D *8SON
S25FLO16A *8SO S25FL016A *8SON S25FL032P *8SO

E(E)PROM

MBM271001 MBM271001 *32PL MBM27128 MBM27256
MBMZ2732A MBM2764 MBM27C1000 MBM27C1000 *32PL
MBM27C1001 MBM27C1001 *32PL MBM27C1001A MBM27C1024
MBM27C1024-PG MBM27C128 MBM27C128P MBM27C2001
MBM27C2001 *32PL MBM27C2048 MBM27C256 MBM27C256A
MBM27C256AP MBM27C256H MBM27C32A MBM27C4001
MBM27C4096 MBM27C512 MBM27C512P MBM27C64
MBM28C64 MBM28C65 MBM28F010 MBM28F010 *32PL
MBM29F001B MBM29F001BC *32PL MBM29F001T MBM29F001TC *32PL
MBM29F002B MBM29F002B *32PL MBM29F002BC *32PL MBM29F002NB
MBM29F002NB *32PL MBM29F002NT MBM29F002NT *32PL MBM29F002T
MBM29F002T *32PL MBM29F002TC *32PL MBM29F004BC *32PL MBM29F004TC *32PL
MBM29F010 MBM29F010 *32PL MBM29F010A MBM29F010A *32PL
MBM29F040 MBM29F040 *32PL MBM29F040B MBM29F040B *32PL
MBM29F040C *32PL MBM29LV001B *32PL MBM29LVV001BB *32PL MBM29LV001BC *32PL
MBM29LV001BT *32PL MBM29LVO001T *32PL MBM29LV001TC *32PL

Forward

SPROM

SPROM

241.C01 241.C01 *8SO 241.C02 241.C02 *8SO
24L.C04 241.C04 *8S0 24L.C08 241.C08 *8S0
241.C16 241.C16 *8SO 241.C32 241.C32 *8SO
24L.C64 241.C64 *8S0

First-Rank

SPROM

SPROM

T24C02 T24C02 *8SO T24C02 *8SSOP T24C02A

T24C02A *8SO T24C02A *8SSOP T24C04 T24C04 *8SO
T24C04 *8SSOP T24C04A T24C04A *8S0 T24C04A *8SSOP
T24C08 T24C08 *8SO T24C08A T24CO08A *8SO




T24C128 T24C128 *8SO T24C128 *8SSOP T24C128A
T24C128A *8S0O T24C128A *8SSOP T24C16 T24C16 *8SO
T24C16 *8SSOP T24C16A T24C16A *8SO T24C16A *8SSOP
T24C256 T24C256 *8SO T24C256 *8SSOP T24C256A
T24C256A *8SO T24C256A *8SSOP T24C32 T24C32 *8SO
T24C32 *8SSOP T24C32A T24C32A *8S0 T24C32A *8SSOP
T24C64 T24C64 *8SO T24C64 *8SSOP T24C64A

T24C64A *8S0O T24C64A *8SSOP T93C46 T93C46 *8SO
T93C46 *8SSOP T93C46(x8) T93C46(x8) *8SO T93C46(x8) *8SSOP
T93C46A T93C46A *8SO T93C46A *8SSOP T93C46A(x8)
T93C46A(x8) *8SO T93C46A(x8) *8SSOP T93C56 T93C56 *8SO
T93C56 *8SSOP T93C56(x8) T93C56(x8) *8S0 T93C56(x8) *8SSOP
T93C56A T93C56A *8SO T93C56A *8SSOP T93C56A(x8)
T93C56A(x8) *8SO T93C56A(x8) *8SSOP T93C66 T93C66 *8SO
T93C66 *8SSOP T93C66(x8) T93C66(x8) *8SO T93C66(x8) *8SSOP
T93C66A T93C66A *8SO T93C66A *8SSOP T93C66A(X8)
T93C66A(x8) *8SO T93C66A(x8) *8SSOP

Fremont

SPROM

SPROM

FT24C02 FT24C02 *8SO FT24C02 *8SSOP FT24C02A
FT24C02A *8S0 FT24C02A *8SSOP FT24C04 FT24C04 *8S0
FT24C04 *8SSOP FT24C04A FT24C04A *8SO FT24C04A *8SSOP
FT24C08 FT24C08 *8SO FT24C08 *8SSOP FT24C08A
FT24C08A *8SO FT24C08A *8SSOP FT24C128A-UDG FT24C128A-UDR

FT24C128A-USG *8SO

FT24C128A-USR *8SO

FT24C128A-UTG *8MSOP

FT24C128A-UTG *8TSSOP

FT24C128A-UTR *8MSOP

FT24C128A-UTR *8TSSOP

FT24C16

FT24C16 *8SO

FT24C16 *8SSOP

FT24C16A

FT24C16A *8SO

FT24C16A *8SSOP

FT24C256A-UDG

FT24C256A-UDR

FT24C256A-USG *8SO

FT24C256A-USR *8SO

FT24C256A-UTG *8MSOP

FT24C256A-UTG *8SSOP

FT24C256A-UTR *8MSOP

FT24C256A-UTR *8TSSOP

FT24C32

FT24C32 *8SO

FT24C32 *8SSOP

FT24C32A

FT24C32A *8MSOP

FT24C32A *8SO

FT24C32A *8SSOP

FT24C512A-UDG-B

FT24C512A-UDR-B

FT24C512A-UMG-B *8MSOP

FT24C512A-UMG-T *8MSOP

FT24C512A-UMR-B *8MSOP

FT24C512A-UMR-T *8MSOP

FT24C512A-USG-B *8SOP

FT24C512A-USG-T *8SOP

FT24C512A-USR-B *8SOP

FT24C512A-USR-T *8SOP

FT24C512A-UTG-B *8TSSOP

FT24C512A-UTG-T *8TSSOP

FT24C512A-UTR-B *8TSSOP

FT24C512A-UTR-T *8TSSOP

FT24C512A-UWG-B *8WSOP

FT24C512A-UWG-T *8WSOP

FT24C512A-UWR-B *8WSOP

FT24C512A-UWR-T *BWSOP FT24C64 FT24C64 *8SO FT24C64 *BSSOP
FT24C64A FT24C64A *8MSOP FT24C64A *8S0O FT24C64A *8SSOP
FT93C46 FT93C46 *8S0 FT93C46 *8SSOP FT93C46(x8)
FT93C46(x8) *8S0 FT93C46(x8) *8SSOP FT93C46A FT93C46A *8SO
FT93C46A *8SSOP FT93C46A(x8) FT93C46A(x8) *8S0 FT93CA46A(x8) *BSSOP
FT93C46AR *8SO FT93C46AR(x8) *8SO FT93C46R *8SO FT93CA46R(x8) *8SO
FT93C56 FT93C56 *8S0 FT93C56 *8SSOP FT93C56(x8)
FT93C56(x8) *8S0 FT93C56(x8) *8SSOP FT93C56A FT93C56A *8SO
FT93C56A *8SSOP FT93C56A(x8) FT93C56A(x8) *8S0 FT93C56A(x8) *8SSOP
FT93C66 FT93C66 *8S0 FT93C66 *8SSOP FT93C66(x8)
FT93C66(x8) *8S0 FT93C66(x8) *8SSOP FT93C66A FT93C66A *8SO
FT93C66A *8SSOP FT93C66A(X8) FT93C66A(x8) *8S0O FT93C66A(X8) *8SSOP
Gl
SPROM E(E)PROM
SPROM

[BAW574252
E(E)PROM

27256[27C128 27C256 27C512

28C04A 28C16A 28C17A 28C64/F
28C64X
GENERIC
E(E)PROM
E(E)PROM
27128A 27256[27328 27512
2764A 27C128 27C256 27C512

27C64




GTM

SPROM

SPROM

GP24BC01 GP24BC01 *8SO GP24BC01 *8SSOP GP24BC02
GP24BC02 *8SO GP24BC02 *8SSOP GP24BC04 GP24BC04 *8SO
GP24BC04 *8SSOP GP24BC08 GP24BC08 *8SO GP24BC08 *8SSOP
GP24BC16 GP24BC16 *8SO GP24BC16 *8SSOP GP93BC46Al *8SO

GP93BC46AI1(x8) *8SO

GP93BC46BI *8S0O

GP93BC46BI(x8) *8SO

GP93BC56AI1 *8SO

GP93BC56AI(x8) *8S0

GP93BC56BI *8SO

GP93BC56BI(x8) *850

GP93BCG66AI *8SO

GP93BC66AI(x8) *8S0 GP93BC66BI *850 GP93BC66BI(x8) *8S0 GSC24BC01 *8S0
GSC24BC02 *8S0 GSC24BC04 *8S0 GSC24BC08 *8S0 GSC24BC16 *8S0
GSC93BC46 *850 GSC93BC46(x8) *8S0 GSC93BC46A *8S0 GSC93BC46A(x8) *850
GSC93BC46B *850 GSC93BC46B(x8) *850 GSC93BC56 *8S0 GSC93BC56(x8) *850
GSC93BC56A *8S0 GSC93BC56A(x8) *8S0 GSC93BC56B *8SO GSC93BC56B(x8) *8S0
GSC93BC66 *8S0O GSC93BC66(x8) *850 GSC93BCB6A *8S0 GSC93BCB6A(X8) *850
GSC93BC66B *8SO GSC93BCB6B(x8) *8S0

GREENWICH

E(E)PROM

E(E)PROM

[GR27128 |GR27256 [GR27512 [GR2764

Giantec

SPROM

SPROM

GT24C01-2GLI1 *8SOP

GT24C01-2PLI

GT24C01-2UDLI *8UDFN

GT24C01-2ZL1 *8SSOP

GT24C02-2G *8SO

GT24C02-2GLI *8SO

GT24C02-2P

GT24C02-2PLI

GT24C02-2SLI1 *8MSOP

GT24C02-2UDLI *8UDFN

GT24C02-2Z *8SSOP

GT24C02-2ZL1 *8TSSOP

GT24C02-3GLA3 *8S0O

GT24C02-3ZLA3 *8TSSOP

GT24C04-2GLI *8SO

GT24C04-2PLI

GT24C04-2UDLI *8UDFN

GT24C04-2ZL1 *8SSOP

GT24C04-3GLI *8SO

GT24C04-3PLI

GT24C04-3UDLI *8UDFN

GT24C04-3ZLI1 *8SSOP

GT24C08-2GLI *8SO

GT24C08-2PLI

GT24C08-2SLI *8MSOP

GT24C08-2UDLI *8UDFN

GT24C08-2ZL1 *8SSOP

GT24C08-3GLI *8SO

GT24C08-3PLI

GT24C08-3SLI *8MSOP

GT24C08-3UDLI *8UDFN

GT24C08-3ZL1 *8SSOP

GT24C128-2GLI *8SO

GT24C128-2PLI

GT24C128-2UDLI *8UDFN

GT24C128-2ZL1 *8TSSOP

GT24C128-3GLI *8SO

GT24C128-3ZLI1 *8BTSSOP

GT24C128A-2GLI1 *8SOP

GT24C128A-2UDLI *8UDFN

GT24C128A-2ZLI1 *8TSSOP

GT24C16-2GLI *8SOP

GT24C16-2PLI

GT24C16-2UDLI *8UDFN

GT24C16-2ZL1 *8SSOP

GT24C16-3GLI *8SOP

GT24C16-3PLI

GT24C16-3UDLI *8UDFN

GT24C16-3ZL1 *8SSOP

GT24C256-2G *8SO

GT24C256-2GI

GT24C256-2GLI *8SO

GT24C256-2P

GT24C256-2PI

GT24C256-2PLI

GT24C256-2UDLI *8UDFN

GT24C256-2WI1 *8SOP

GT24C256-2WLI *8SOP

GT24C256-2ZL1 *8TSSOP

GT24C32-2G *8S0O

GT24C32-2GLI *8SOP

GT24C32-2P

GT24C32-2UDLI *8UDFN

GT24C32-2Z *8SSOP

GT24C32-2ZL1 *8TSSOP

GT24C32A-2GLI *8SOP

GT24C32A-2UDLI *8UDFN

GT24C32A-2ZLI1 *8TSSOP

GT24C64-2GLI *8SO

GT24C64-2PLI

GT24C64-2UDLI *8UDFN

GT24C64-2ZL1 *BSSOP

GT25C01-2GLI *8SOP

GT25C01-2PLI

GT25C01-2UDLI *8UDFN

GT25C01-2ZL1 *8TSSOP

GT25C01-3GLI *8SO

GT25C01-3PLI

GT25C02-2G *8SO

GT25C02-2GLA3 *8SOP

GT25C02-2GLI *8SOP

GT25C02-2P

GT25C02-2UDLA3 *8UDFN

GT25C02-2UDLI *8UDFN

GT25C02-2Z *8SSOP

GT25C02-2ZLA3 *8TSSOP

GT25C02-2ZL1 *8TSSOP

GT25C02-3G *8SO

GT25C02-3P

GT25C02-3Z *8SSOP

GT25C04-2G *8SO

GT25C04-2GLI *8SOP

GT25C04-2P

GT25C04-2UDLI *8UDFN

GT25C04-2Z *8SSOP

GT25C04-2ZLI| *BTSSOP

GT25C04-3G *8SO

GT25C04-3GLA3 *8SOP

GT25C04-3P

GT25C04-3UDLA3 *8UDFN

GT25C04-3Z *8SSOP

GT25C04-3ZLA3 *8TSSOP

GT25C08-2GLI *8SOP

GT25C08-2PLI

GT25C08-2UDLI *8UDFN

GT25C08-2ZL1 *8TSSOP

GT25C08-3GLI *8SOP

GT25C08-3PLI

GT25C08-3ZLI *8TSSOP

GT25C128-2GLI *8SOP

GT25C128-2UDLI *8UDFN

GT25C128-2ZL | *BTSSOP

GT25C128-3GLI *8SOP

GT25C128-3ZL1 *8TSSOP

GT25C16-2GLI *8SOP

GT25C16-2PLI

GT25C16-2UDLI *8UDFN

GT25C16-2ZLI1 *BTSSOP

GT25C16-3GLI *8SOP

GT25C16-3PLI

GT25C16-3ZL1 *8TSSOP

GT25C256-2G *8SO

GT25C256-2Z *8SSOP

GT25C256-3G *8SO

GT25C256-3Z *8SSOP

GT25C32-2G *8SO

GT25C32-2GLI *8SOP

GT25C32-2P

GT25C32-2UDLI *8UDFN

GT25C32-2Z *8SSOP

GT25C32-2ZL1 *8TSSOP

GT25C32-3G *8S0O

GT25C32-3P

GT25C32-3Z *8SSOP

GT25C32A-2GLI *8SOP

GT25C32A-2UDLI *8UDFN

GT25C32A-2ZL1 *8TSSOP

GT25C64-2GLI *8SOP

GT25C64-2PLI

GT25C64-2UDLI *8UDFN

GT25C64-2ZL1 *8TSSOP

GT25C64-3GLI *8SOP

GT25C64-3PLI

GT25C64-3ZLI1 *BTSSOP

GT34C02-2DLI *8DFEN

GT34C02-2GLI *8SOP

GT34C02-2SLI *8MSOP

GT34C02-2ZL1 *8TSSOP

GT34C02-3DLI *8DFN

GT34C02-3GLI *8SOP

GT34C02-3SI *8MSOP

GT34C02-3ZL1 *8TSSOP

GT34C02A-2DLI *8DFN

GT34C02A-2GLI *8SOP

GT34C02A-2SL1 *8MSOP

GT34C02A-2ZLI| *8TSSOP

GT34C02A-3DLI *8DFN

GT34C02A-3GLI *8SOP

GT34C02A-3SI *8MSOP

GT34C02A-3ZLI1 *8TSSOP

GT34C02B-2DLI *8DFN

GT34C02B-2GLI *8SOP

GT34C02B-2SLI *8MSOP

GT34C02B-3DLI *8DFN

GT34C02B-3GLI *8SO

GT34C02B-3SI *8MSOP

GT34C02B-3ZLI1 *8TSSOP

GT34TS02-3UDLI *8DFEN

GT93C46-2GRLI *8SOP

GT93C46-2GRLI(x8) *8SOP

GT93C46-2PLI

GT93C46-2PLI(x8)

GT93C46-2ZL1 *8TSSOP

GT93C46-2ZL1(x8) *8TSSOP

GT93C46-3GRLI *8SOP

GT93C46-3GRLI(x8) *8SOP

GT93C46-3PLI

GT93C46-3PLI(x8)

GT93C46-3ZL1 *8TSSOP

GT93C46-3ZLI(x8) *8TSSOP




GT93C46A-2GLI *8SOP

GT93C46A-2GLI(x8) *8SOP

GT93C46A-2UDLI *8UDFN

GT93C46A-2UDLI(x8) *8UDEN

GT93C46A-2ZL | *8BTSSOP

GT93C46A-2ZL1(x8) *8TSSOP

GT93C56-2GR *8SOP

GT93C56-2GR(x8) *8SOP

GT93C56-2GRLI *8SOP

GT93C56-2GRLI(x8) *8SOP

GT93C56-2PLI

GT93C56-2PLI(x8)

GT93C56-2Z *8SSOP

GT93C56-2Z(x8) *8SSOP

GT93C56-2ZL1 *8TSSOP

GT93C56-2ZL1(x8) *8TSSOP

GT93C56-3GR *8SOP

GT93C56-3GR(x8) *8SOP

GT93C56-3PLI

GT93C56-3PLI(x8)

GT93C56-3ZLI *8TSSOP

GT93C56-3ZL1(x8) *8TSSOP

GT93C56A-2GRLI *8SOP

GT93C56A-2GRLI(x8) *8SOP

GT93C56A-2UDLI *8UDFN

GT93C56A-2UDLI(x8) *8UDFEN

GT93C56A-2ZL1 *8TSSOP

GT93C56A-2ZLI1(x8) *8TSSOP

GT93C66-2GRLI *8SOP

GT93C66-2GRLI(x8) *8SOP

GT93C66-2P

GT93C66-2P(x8)

GT93C66-2UDLI *8UDFN

GT93C66-2UDLI (x8) *8UDEN

GT93C66-2ZL1 *8TSSOP

GT93C66-2ZL1(x8) *8TSSOP

GT93C66-3GR *8SOP

GT93C66-3GR(x8) *8SOP

GT93C66-3PLI

GT93C66-3PLI(x8)

GT93C66-3UDLI *8UDFN

GT93C66-3UDLI (x8) *8BUDEN

GT93C66-3ZL1 *8TSSOP

GT93C66-3ZLI1(x8) *8TSSOP

GT93C66A-2GRLI *8SOP

GT93C66A-2GRLI(x8) *8SOP

GT93C66A-2UDLI (x8) *8UDFN

GT93C66A-2UDLI *8UDFN

GT93C66A-2ZLI1 *8TSSOP

GT93C66A-2ZLI1(x8) *8TSSOP

GT93C76-2GRIL *8SOP

GT93C76-2GRIL(x8) *8SOP

GT93C76-2PIL

GT93C76-2PIL(x8)

GT93C76-2ZIL *8TSSOP

GT93C76-2Z1L(x8) *8TSSOP

GT93C76-3GRIL *8SOP

GT93C76-3GRIL(x8) *8SOP

GT93C76-3PIL

GT93C76-3PIL(x8)

GT93C76-3ZIL *8TSSOP

GT93C76-3Z1L(x8) *8TSSOP

GT93C86-2GRIL *8SOP

GT93C86-2GRIL(x8) *8SOP

GT93C86-2PIL

GT93C86-2PIL(x8)

GT93C86-2Z1L *8TSSOP

GT93C86-2ZIL(x8) *8TSSOP

GT93C86-3GR *8SOP

GT93C86-3GR(x8) *8SOP

GT93C86-3PIL

GT93C86-3PIL(x8)

GT93C86-3ZIL *8TSSOP

GT93C86-3ZIL(x8) *8TSSOP

Gatelevel
SPROM

SPROM

GM24L.C02B

GM24L.C02B *8SO

GM24L.C02B *8SSOP

GM24L.C04B

GM24L.C04B *8SO

GM24L.C04B *8SSOP

GM24L.C08B

GM24L.C08B *8SO

GM24LC16B

GM24LC16B *8SO

Green Engine
SPROM

SPROM

GE24C01

GE24C01 *8SO

GE24C01 *8SSOP

GE24C02

GE24C02 *8S0O

GE24C02 *8SSOP

GE24C04

GE24C04 *8SO

GE24C04 *8SSOP

Greenliant
E(E)PROM

E(E)PROM

GLS27SF010-xx3CNHE *32PL

GLS27SF010-xx3CPHE

GLS27SF010-xx3CWHE *32TS

GLS27SF020-xx3CNHE *32PL

GLS27SF020-xx3CPHE

GLS27SF020-xx3CWHE *32TS

GLS27SF512-xx3CWHE *32TS

GLS29EE010-xx4CN *32PL

GLS29EE010-xx4CP

GLS29EEQ010-xx4CW *32TS

GLS29EEQ010-xx4IN *32PL

GLS29EEQ010-xx4IW *32TS

GLS29EES512-xx4CN *32PL

GLS29EES512-xx4CP

GLS29EES512-xx4IN *32PL

GLS29EES512-xx4IP

GLS29SF020-xx4CNHE *32PL

GLS29SF020-xx4CWHE *32TS

GLS29SF020-xx4INHE *32PL

GLS29SF020-xx4IWHE *32TS

GLS29SF040-xx4CNH *32PL

GLS29SF040-xx4CNHE *32PL

GLS29SF040-xx4CWH *32TS

GLS29SF040-xx4CWHE *32TS

GLS29SF040-xx4INH *32PL

GLS29SF040-xx4INHE *32PL

GLS29SF040-xx41WH *32TS

GLS29SF040-xx4IWHE *32TS

GLS29VF020-xx4CNHE *32PL

GLS29VF020-xx4CWHE *32TS

GLS29VF020-xx4INHE *32PL

GLS29VF020-xx4IWHE *32TS

GLS29VF040-xx4CNH *32PL

GLS29VF040-xx4CNHE *32PL

GLS29VF040-xx4CWH *32TS

GLS29VF040-xx4CWHE *32TS

GLS29VF040-xx4INH *32PL

GLS29VF040-xx4INHE *32PL

GLS29VF040-xx4IWH *32TS

GLS29VF040-xx4IWHE *32TS

HONG KONG

E(E)PROM

E(E)PROM

HK1215 HK1225 HK1235 HK1245

HK1255 HK1265 HK1335

HOLTEK

SPROM E(E)PROM

SPROM

HT24C01 HT24C01 *8SO HT24C02 HT24C02 *8SO
HT24C04 HT24C04 *8S0 HT24C08 HT24C08 *8S0
HT24C16 HT24C16 *8SO HT24LCO1 HT24L.C01 *8SO
HT24LC02 HT24L.C02 *8S0 HT24LC04 HT24L.C04 *8S0
HT24LC08 HT24L.C08 *8SO HT24LC16 HT24L.C16 *8SO
HT93C46-A HT93C46-A *8S0 HT93C56-A HT93C56-A *8S0
HT93C56-A(x8) HT93C56-A(x8) *8SO HT93C56-C HT93C56-C *8SO




HT93C66-A HT93C66-A *8S0 HT93C66-A(x8) HT93C66-A(x8) *850
HT93C66-C HT93C66-C *8S0 HT93LC46 HT93LC46 *8S0
HT93LC46(x8) HT93LC46(x8) *8SO HT93LC46-A HT93LC46-A *8S0
HT93LC46-A(x8) HT93LC46-A(x8) *850 HT93LC56 HT93LC56 *8S0
HT93LC56(x8) HT93LC56(x8) *8SO HT93LC56-A HT93LC56-A *8S0
HT93LC56-A(x8) HT93LC56-A(x8) *850 HT93LC56-C HT93LC56-C *8S0
HT93LC66 HT93LC66 *8SO HT93LC66(x8) HT93LC66(x8) *8S0
HT93LC66-A HT93LC66-A *8S0 HT93LC66-A(x8) HT93LC66-A(x8) *850
HT93LC66-C HT93LC66-C *8SO HT93LC76 HT93LC76 *8SO
HT93LC76(x8) HT93LC76(x8) *8S0 HT93LC86 HT93LC86 *8S0
HT93LC86(x8) HT93LC86(x8) *8SO

E(E)PROM

HT23C010 *32SOP HT27C010 HT27C010 *32PL HT27C020

HT27C020 *32PL HT27C040 HT27C040 *32PL HT27C512

HT27LC010 HT27L.C010 *32PL HT27LC020 HT27L.C020 *32PL
HT27L.C040 HT27L.C040 *32PL HT27LC512

HITACHI

SPROM E(E)PROM

SPROM

HN58W241000FPIE *8SSOP HN58X128FPIE *850 HN58X2402 HN58X2402SFPIAGE *850
HN58X2404 HN58X2404FPIAGE *8SO HN58X2408 HN58X2408FPI *8SO
HN58X2408FPIAG *8S0 HN58X2408FPIE *850 HN58X2408SFPIE *8S0 HN58X2408STIE *8SSOP
HN58X2408TI *8SSOP HN58X2408TIE *8SSOP HN58X24128 HN58X24128FPIE *8S0

HN58X2416

HN58X2416FPI *8SO

HN58X2416FPIAG *8SO

HN58X2416FPIE *8SO

HN58X2416NIR *8SON

HN58X2416SFPIE *8SO

HN58X2416STIE *8SSOP

HN58X2416TI *8SSOP

HN58X2416TIE *8SSOP

HN58X24256

HN58X24256FPIE *8SO

HN58X2432

HN58X2432FP1 *8SO

HN58X2432FPIAG *8SSOP

HN58X2432FPIE *8SO

HN58X2432TI1 *8SSOP

HN58X2432TIE *8SSOP

HN58X24512FPIE *8SSOP

HN58X2464

HN58X2464FP1 *8SO

HN58X2464FPIAG *8SO

HN58X2464FPIE *8S0O

HN58X2464T1 *8SSOP

HN58X2464TIE *8SSOP

HN58X2502FP1 *8SO

HN58X2502FPIE *8SO

HN58X2502NI1 *8SON

HN58X2502T1 *8SSOP

HN58X2502TIE *8SSOP

HN58X2504FP1 *8SO

HN58X2504FPIE *8S0O

HN58X2504N1 *8SON

HN58X2504T1 *8SSOP

HN58X2504TIE *8SSOP

HN58X2508FPIE *8SO

HN58X2508TIE *8SSOP

HN58X2516FPIE *8SO

HN58X2516TIE *8SSOP

HN58X2532FP1 *8SO

HN58X2532FPIE *8SO

HN58X2532T1 *8SSOP

HN58X2532TIE *8SSOP

HN58X2564FP1 *8SO

HN58X2564FPIE *8SO

HN58X2564N1 *8SON

HN58X2564T1 *8SON

HN58X2564T1 *8SSOP

HN58X2564TIE *8SSOP

HN58X256FPIE *850 HN58X512FPIE *8SSOP R1EX24128ASAS0A *8SO R1EX24128ATASOA *8SSOP
R1EX24256ASAS0A *8S0 R1EX24512ASAS0A *8SSOP

E(E)PROM

462732A 462732P HN27128AG HN27128AP
HN27256 HN27256G HN27256P HN27512
HN27512G HN27512P HN2764G HN2764P
HN27C101AG HN27C101AP HN27C101G HN27C101P
HN27C1024 HN27C1024HG HN27C1024-PG HN27C256
HN27C256A HN27C256AG HN27C256G HN27C256H
HN27C256HG HN27C301AG HN27C301AP HN27C301G
HN27C301P HN27C4001G HN27C4096G HN27C64
HN27C64G HN28F101 HN28F101 *32S0P HN28F101C *32PL
HN28F101CP *32PL HN28F101P HN28F101P *32SOP HN48016
HN4827128P HN482764G/P HN58C256AFP *28SOP HN58C256AP
HN58C256AT *28TS HN58C256FP *28S0OP HN58C65 HN58C66
HN58C66 *2850P HN58S256AT *28TS HN58S65AT *28TS HN58V256AFP *2850P
HN58V256AP HN58V256AT *28TS HN58V65AFP *2850P HN58V65AP
HN58V65AT *28TS HN58V66AFP *2850P HN58V66AP HN58V66AT *28TS
HENGLI

E(E)PROM

E(E)PROM

DCM0016 DCM0064 DCM0256 [Dcmsi128
DCM8256 DCM8512

HYNIX

SPROM MPU E(E)PROM




SPROM

HY93C46 HY93C46 *8SO HY93C56 HY93C56 *8SO
HY93C66 HY93C66 *8SO HY93C76 HY93C76 *8SO
HY93C86 HY93C86 *8SO

MPU

GMS97C51 GMS97C51H GMS97C52 GMS97C52H
GMS97C54 GMS97C54H GMS97C56H GMS97C58
GMS97C58H GMS97L51 GMS97L52 GMS97L54
GMS97L56 GMS97L58 HMS99C51 HMS99C51-PL *44PLCC
HMS99C52 HMS99C52-PL *44PLCC

E(E)PROM

HY?29F002BC *32PL HY?29F002BP |HY29F002TC *32PL |HY29F002TP
HY29F040AC *32PL

HYUNDAI

SPROM MPU E(E)PROM

SPROM

HY93C46 HY93C46 *8SO HY93C56 HY93C56 *8SO
HY93C66 HY93C66 *8SO HY93C76 HY93C76 *8SO
HY93C86 HY93C86 *8SO

MPU

GMS99C58 GMS99C58-PL *44PLCC HY97C51 HY97C51 *44PLCC
HY97C52 HY97C52 *44PLCC HY97C54 HY97C54 *44PLCC
HY97C58 HY97L51 HY97L51 *44PLCC HY97L52

HY97L52 *44PLCC HY97L54 HY971L54 *44PLCC

E(E)PROM

HY?2764 HY2764A HY?27C64 HY27C64A
HY29F002BC *32PL HY29F002BP HY29F002TC *32PL HY29F002TP
HY?29F040 HY?29F040 *32PL HY?29F040AC *32PL

HUA JIE

SPROM

SPROM

K24C02 K24C02 *8SO K24C02 *8SSOP K24C04

K24C04 *8SO K24C04 *8SSOP K24C08 K24C08 *8SO
K24C08 *8SSOP K24C16 K24C16 *8SO K24C16 *8SSOP
K24C32 K24C32 *8SO K24C32 *8SSOP K24C64

K24C64 *8SO K24C64 *8SSOP K93C46 K93C46 *8DFN
K93C46 *8MSOP K93C46 *8SO K93C46 *8SSOP K93C46(x8)
K93C46(x8) *8DFN K93C46(x8) *8MSOP K93C46(x8) *8SO K93C46(x8) *8SSOP
K93C56 K93C56 *8DFN K93C56 *8MSOP K93C56 *8SO
K93C56 *8SSOP K93C56(x8) K93C56(x8) *8DFN K93C56(x8) *8MSOP
K93C56(x8) *8SO K93C56(x8) *8SSOP K93C66 K93C66 *8DFN
K93C66 *8MSOP K93C66 *8SO K93C66 *8SSOP K93C66(x8)
K93C66(x8) *8DFN K93C66(x8) *8MSOP K93C66(x8) *8SO K93C66(x8) *8SSOP
Hopefind

SPROM

SPROM

HM24L.C01 HM?24L.C01 *8SO HM?24L.C01 *8SOP HM?24L.C02
HM24L.C02 *8SO HM24L.C02 *8SSOP HM24L.C04 HM24L.C04 *8SO
HM?24L.C04 *8SOP HM?241L.C08 HM?24L.C08 *8SO HM?24L.C08 *8SOP
HM24LC16 HM24LC16 *8SO HM24L.C16 *8SOP




Hua Hong NEC

SPROM

SPROM

K24C02C K24C02C *8DFN K24C02C *8MSOP K24C02C *8SO
K24C02C *8SSOP K24C02D K24C02D *8DFN K24C02D *8MSOP
K24C02D *8SO K24C02D *8SSOP K24C04 K24C04 *8DFN
K24C04 *8MSOP K24C04 *8S0O K24C04 *8SSOP K24C08C
K24C08C *8DFN K24C08C *8MSOP K24C08C *8SO K24C08C *8SSOP
K24C08D K24C08D *8DFN K24C08D *8MSOP K24C08D *8SO
K24C08D *8SSOP K24C128 K24C128 *8SO K24C128 *8SSOP
K24C16 K24C16 *8SO K24C16 *8SSOP K24C256
K24C256 *8SO K24C256 *8SSOP K24C32 K24C32 *8DFN
K24C32 *8MSOP K24C32 *8S0O K24C32 *8SSOP K24C64

K24C64 *8DFN K24C64 *8MSOP K24C64 *8S0O K24C64 *8SSOP
K24LC32 K24LC32 *8DFN K24LC32 *8MSOP K24LC32 *8S0O
K24LC32 *8SSOP K24LC64 K24LC64 *8DFN K24LC64 *8MSOP
K24LC64 *8SO K24L.C64 *8SSOP

INFINEON

MPU

MPU

[SAB-C501G-1EN *44PLCC

[SAB-C501G-1EP

[SAF-C501G-1EN *44PLCC

[SAF-C501G-1EP

INTEL
MPU E(E)PROM
MPU
8751[8751BH 8751H 8752)
8752BH 8752H 87C151SA 87C151SA *44PLCC
87C151SB 87C151SB *44PLCC 87C251SA 87C251SA *44PLCC
87C251SB 87C251SB *44PLCC 87C251SP 87C251SP *44PLCC
87C2515Q 87C251SQ *44PLCC 87C51 87C51 *44PLCC
87C51FA 87C51FA *44PLCC 87C51FB 87C51FB *44PLCC
87C51FC 87C51RA 87C51RB 87C51RC
87C52 87C54 87C58 87L51FA *44PLCC
87L51FB *44PLCC 87L51FC *44PLCC 87L52 *44PLCC
E(E)PROM
27010[27010 *32PL 27010A 27128
27128A 271288 27210 27256
2732|2732A 27512 2764
2764A 27C010 27C010 *32PL 27C020
27C020 *32PL 27C040 27C040 *32PL 27C100
27C128 27C210 27C220 27C240
27C256 27C400 27C512 27C64
275512 2816/2816A 2817A
2864|2864A 28F256 28F256A
28F512 87C257 AN28F010 *32PL AN28F512 *32PL
AP28F010 AP28F512 D87C64 N28F001BX-B *32PL
N28F001BX-T *32PL N28F010 *32PL N28F020 *32PL N28F256 *32PL
N28F256A *32PL N28F512 *32PL N82802AA *32PL N82802AB *32PL
N82802AC *32PL P27128A P27128B P27512
P2764A P27C128 P27C256 P27C64
P28F001BX-B P28F001BX-T P28F001NX-B P28F00LINX-T
P28F010 P28F020 TN28F010 *32PL TN28F020 *32PL
TP28F010
INTEGRAL
SPROM
SPROM
IN24AA02A IN24AA02A *8S0 IN24AA02B IN24AA02B *850
IN24LC02B IN24LC02B *8SO IN24LC04B IN24LCO04B *8SO
IN24LC08B IN24LC16B IN24LC16B *8S0 IN93AA46AD
IN93AA46AD *850 IN93AA46AD(X8) IN93AA46AD(x8) *850 IN93AA46AN




IN93AA46AN *8SO IN93AA46AN(x8) IN93AA46AN(x8) *8SO IN93AA46BD
IN93AA46BD *8SO IN93AA46BD(x8) IN93AA46BD(x8) *8SO IN93AA46BN
IN93AA46BN *8SO IN93AA46BN(x8) IN93AA46BN(x8) *8SO IN93AA46CD
IN93AA46CD *8SO IN93AA46CD(x8) IN93AA46CD(x8) *8SO IN93AA46CN
IN93AA46CN *8SO IN93AA46CN(x8) IN93AA46CN(x8) *8SO IN93AA56AD
IN93AA56AD *8SO IN93AA56AD(x8) IN93AA56AD(x8) *8SO IN93AA56AN
IN93AA56AN *8SO IN93AA56AN(x8) IN93AA56AN(x8) *8SO IN93AA56BD
IN93AA56BD *8SO IN93AA56BD(x8) IN93AA56BD(x8) *8SO IN93AA56BN
IN93AA56BN *8SO IN93AAS56BN(x8) IN93AA56BN(x8) *8SO IN93AA56CD
IN93AA56CD *8SO IN93AA56CD(x8) IN93AA56CD(x8) *8SO IN93AA56CN
IN93AA56CN *8SO IN93AAS56CN(x8) IN93AA56CN(x8) *8SO IN93AAG6AD
IN93AAB6AD *8SO IN93AAB6AD(x8) IN93AAB6AD(x8) *8SO IN93AAG6AN
IN93AAG6AN *8SO IN93AAB6AN(x8) IN93AAB6AN(x8) *8SO IN93AA66BD
IN93AAG66BD *8SO IN93AAGB6BD(x8) IN93AAB6BD(x8) *8SO IN93AAG66BN
IN93AAB6BN *8SO IN93AAB6BN(x8) IN93AAB6BN(x8) *8SO IN93AA66CD
IN93AAB6CD *8SO IN93AAB6CD(x8) IN93AAB6CD(x8) *8SO IN93AAG66CN
IN93AAB6CN *8SO IN93AAB6CN(x8) IN93AAB6CN(x8) *8SO IN93AAB6AD
IN93AAB6AD *8SO IN93AAB6AD(x8) IN93AAB6AD(x8) *8SO IN93AAB6AN
IN93AAB6AN *8SO IN93AAB6AN(x8) IN93AAB6AN(x8) *8SO IN93AA86BD
IN93AA86BD *8SO IN93AAB6BD(x8) IN93AAB86BD(x8) *8SO IN93AAB6BN
IN93AAB86BN *8SO IN93AAB6BN(x8) IN93AA86BN(x8) *8SO IN93AA86CD
IN93AA86CD *8SO IN93AAB6CD(x8) IN93AAB6CD(x8) *8SO IN93AAB6CN
IN93AAB6CN *8SO IN93AAB6CN(x8) IN93AAB86CN(x8) *8SO IN93LC46AD
IN93LC46AD *8SO IN93LC46AD(x8) IN93LC46AD(x8) *8SO IN93LC46AN
IN93LC46AN *8SO IN93LC46AN(x8) IN93LC46AN(x8) *8SO IN93LC46BD
IN93LC46BD *8SO IN93LC46BD(x8) IN93LC46BD(x8) *8SO IN93LC46BN
IN93LC46BN *8SO IN93LC46BN(x8) IN93LC46BN(x8) *8SO IN93LC46CD
IN93LC46CD *8SO IN93LC46CD(x8) IN93LC46CD(x8) *8SO IN93LC46CN
IN93LC46CN *8SO IN93LC46CN(x8) IN93LC46CN(x8) *8SO INF8582E
INF8582E *8SO INF8594E INF8594E *8SO

IK Semiconductor

SPROM

SPROM

IN24L.C02B IN24L.C02B *8SO IN24L.C04B IN24L.C04B *8SO
IN24LC08B IN24LC16B IN24LC16B *8SO

IDT

E(E)PROM

E(E)PROM

[7sci6A

ICmic

SPROM

SPROM

X24001 X24001M *8MS X24001S *8SO X24012
X24012M *8MS X24012S *8SO X24022 X24022 *8SO
X24022M *8MMS X24042 X24042M *8MS X24042S *8SO
X24128 X24128P X24128P-1.8 X24128P-2.5
X24164 X24164 *8SO X24165 X24165 *8SO
X24256 *8SO X24257 X24257P X24320P-1.8
X24320P-2.5 X24320S-1.8 *8SO X24320S-2.5 *8SO X24325P
X24325S *8SO X24640P-1.8 X24640P-2.5 X24640S-1.8 *8SO
X24640S-2.5 *8SO X24641SAE *8SO X24641SAF *8SO X24641SAG *8SO
X24641SAH *8SO X24C00 X24C00S *8SO X24C01
X24C01A X24CO01PI1 X24C01PM X24C01S *8SO
X24C01SI1 *8SO X24C01SM *8SO X24C02 X24C02PI
X24C02PM X24C02S8 *8SO X24C02S8I *8SO X24C02S8M *8SO
X24C04 X24C04PI X24C04PM X24C04S8 *8SO
X24C04S8I *8SO X24C04S8M *8SO X24C08 X24CO08PI
X24C08PM X24C08S8 *8SO X24C08S81 *8SO X24C08S8M *8SO
X24C16 X24C16PI1 X24C16PM X24C16S8 *8SO
X24C16S81 *8SO X24C16S8M *8SO X25020 X25020S *8SO
X25021 X25021S *8SO X25040 X25040S *8SO
X25041 X25041S *8S0O X25057 X25057-1.8
X25057-1.8S *8SO X25057S *8SO X25080 X25080S *8SO
X25097P X25097P-1.8 X25097S *8SO X25097S-1.8 *8SO
X25097V *8SSOP X25097V-1.8 *8SSOP X25128 X25128S8 *8SO
X25160 X25160S *8SO X25170 X25170S8 *8SO
X25256 X25256S8 *8SO X25320 X25320S *8SO




X25330 X25330S *8S0 X25640 X25640S *8S0
X25642 X2564258 *850 X25650 X2565058 *8S0
X25C02 X25C02M *8MS X25C02S *8S0 X84041
X84041-3 X84041P X84041P-2.7 X84041P-3
X84041S *850 X840415-2.7 *8S0 X840415-3 *850 X84128P
X84128P-1.8 X84128P-2.5 X84128Z *8XBGA X841287-1.8 *8XBGA
X841287-2.5 *8XBGA X84129 X84129-1.8 X84129P
X84129P-1.8 X84129P-2.5 X841297 X841297-1.8 *8XBGA
X8412971 *8XBGA X8412971-1.8 *8XBGA X84160P X84160P-1.8
X84160P-2.5 X84160S8 *8S0 X8416058-1.8 *8S0 X8416058-2.5 *8S0
X84160V8 *8TSSOP X84161 X84161-1.8 X84161P
X84161P-1.8 X84161P-2.5 X8416158 *8S0 X8416158-1.8 *8S0
X8416158-2.5 *8S0 X84161V8 *8TSSOP X84641 X84641-1.8
X84641P X84641P-1.8 X84641P-2.5 X8464158 *8S0
X8464158-1.8 *8S0 X8464158-2.5 *8S0 X84641Z *8XBGA
ICE
E(E)PROM
E(E)PROM
ICE27C010 ICE27C010 *32PL ICE27C512 ICE27C512 *28TS
ICE27LC010 ICE27L.C010 *32PL ICE27LC512 ICE27LC512 *28TS
ICE28LF010 ICE28LF010 *32PL ICE29LF512 ICE29LF512 *32PL
ICE37C512 ICE37C512 *28TS ICE37LC512 ICE37LC512 *28TS
ICT
SPROM E(E)PROM
SPROM
93C46 93C46 *8S0 93C46A 93C46A *850
93C56A 93C56A *850 93C66A 93C66A *850
93CX46 93CX46 *850 93CX56 93CX56 *850
93CX66 93CX66 *8SOP
E(E)PROM

[27cx010 [27Cx010 *32PL [27Cx256
ICSI
MPU
MPU
1S89C51 1SBIC51 *44PLCC ISBIC51A ISBIC51A *44PLCC
1S89C52 IS89C52 *44PLCC IS89C52A ISBIC52A *44PLCC
1S89C54 1S89C54-5V ISB9CE4-5V *44PLCC 1S89C58
1S89C58-5V IS89CE8-5V *44PLCC 1S89C64 1S89C64 *44PLCC
1S89C64-5V ISBIC64-5V *44PLCC ISBOE54 ISBOE54 *44PLCC
ISB9E54-5V ISB9E54-5V *44PLCC ISB9E58 ISB9E58 *44PLCC
ISBOE58-5V ISBOE58-5V *44PLCC ISBOE64 ISBOE64 *44PLCC
ISB9E64-5V ISB9E64-5V *44PLCC ISBILV51A ISBILV51A *44PLCC
ISBILV52A ISBILV52A *44PLCC
1SSI
SPROM MPU E(E)PROM
SPROM

GT34C02-2G1 *8SOP

GT34C02-2GLI *8SO

GT34C02-2S1 *8MSOP

GT34C02-2SLI *8MSOP

GT34C02-2Z1 *8SSOP

GT34C02-3DLI *8DFN

GT34C02-3GI *8SO

GT34C02-3GLI *8SO

GT34C02-3SI *8MSOP

GT34C02-3SLI *8MSOP

GT34C02-3Z1 *8SSOP

GT34C02B-2Gl *8SO

GT34C02B-2GLI *8SO

GT34C02B-2S| *8MSOP

GT34C02B-2SLI *8MSOP

GT34C02B-2ZI *8SSOP

GT34C02B-3DLI *8DFN

GT34C02B-3GI *8S0O

GT34C02B-3GLI *8SO

GT34C02B-3S1 *8MSOP

GT34C02B-3SLI *8MSOP GT34C02B-3Z1 *8SSOP 1S24C01-2G *8SO 1S24C01-2P
1524C01-2S *8MS 1524C01-2Z *8SSOP 1524C01-3G *8SO 1524C01-3P
1S24C01-3S *8MS 1S24C01-3Z *8SSOP 1S24C01B-2G *8SO 1S24C01B-2P

1524C01B-2Z *8SSOP

1524C01C-2G *8SO

1524C01C-2P

1524C01C-2Z *8SSOP

1S24C01-G *8SO 1S24C01-P 1S24C01-S *8MS 1S24C01-Z *8SSOP
1524C02-2G *8SO 1524C02-2P 1524C02-2S *8MS 1524C02-2Z *8SSOP
1S24C02-3G *8SO 1S24C02-3P 1S24C02-3S *8MS 1S24C02-3Z *8SSOP
1S24C02A-2G *8SO 1S24C02A-2P 1S24C02A-2S *8MS 1S24C02A-2Z *8SSOP




1S24C02A-3G *8SO

1S24C02A-3P

1S24C02A-3S *8MS

1S24C02A-3Z *8SSOP

1S24C02B-2G *8SO

1S24C02B-2P

1S24C02B-2Z *8SSOP

1S24C02C-2DL1 *8DFN

1524C02C-2GLI *8SO

1524C02C-2PLI

1524C02C-2SL1 *8MSOP

1524C02C-2ZL | *8TSSOP

1S24C02D-2DLI-TR *8DFN

1S24C02D-2GLI1 *8SO

1S24C02D-2PLI

1S24C02D-2SL I *8MSOP

1524C02D-2ZL1 *8TSSOP

1524C02D-3GLA3 *8SO

1524C02D-3ZLA3 *8TSSOP

1S24C02E-2G *8SO

1S24C02E-2GLI *8SO 1S24C02E-2P 1S24C02E-2PLI 1S24C02E-2SLI *8MSOP
1S24C02E-2Z *8SSOP 1S24C02E-2ZL 1 *8TSSOP 1S24C02E-3GLA3 *8SO 1S24C02E-3ZLA3 *8TSSOP
1S24C02-G *8SO 1S24C02-P 1S24C02-S *8MS 1S24C02-Z *8SSOP
1524C04-2G *8SO 1524C04-2P 1S24C04-2Z *8SSOP 1524C04-3G *8SO

1S24C04-3P

1S24C04-3Z *8SSOP

1S24C04A-2G *8SO

I1S24C04A-2P

1S24C04A-2Z *8SSOP

1S24C04A-3G *8S0O

1S24C04A-3P

1S24C04A-3Z *8SSOP

1S24C04B-2G *8SO

1S24C04B-2P

1S24C04B-2Z *8SSOP

1S24C04B-3G *8SO

1S24C04B-3P

1524C04B-3Z *8SSOP

1524C04-G *8SO

1524C04-P

1S24C04-Z *8SSOP

1S24C08-2G *8SO

1S24C08-2P

1S24C08-2Z *8SSOP

1524C08-3G *8SO

1524C08-3P

1524C08-3Z *8SSOP

1S24C08A-2G *8S0O

1S24C08A-2P

I1S24C08A-2Z *8SSOP

1S24C08A-3G *8SO

IS24C08A-3P

1S24C08A-3Z *8SSOP

1524C08B-2G *8SO

1524C08B-2P

1524C08B-2Z *8SSOP

1S24C08B-3G *8SO

1S24C08B-3P

1S24C08B-3Z *8SSOP

1S24C128-2Gl *8SO

1524C128-2GLI *8SO

1524C128-2PI

1S24C128-2PLI

1524C128-2W1 *8SO

1S24C128-2WL1 *8SO

1S24C128-3G *8SO

1S24C128-3P

1S24C128A-2Gl *8SO

1S24C128A-2GLI *8SO

1S24C128A-2PI1

1S24C128A-2PLI

1S24C128A-2WI *8SO

1S24C128A-2WLI1 *8SO

1S24C128B-2GLI *8SO

1S24C128B-2PLI

1S24C128B-2ZL1 *8TSSOP

1524C128B-3GLI1 *8SO

1524C128B-3ZLI *8TSSOP

1524C16-3G *8SO

1S24C16-3P

1S24C16A-2G *8SO

IS24C16A-2P

1S24C16A-2Z *8SSOP

I1S24C16A-3G *8SO

1S24C16A-3P

1S24C16A-3Z *8SSOP

1S24C16B-2G *8SO

1524C16B-2P

1S24C16B-2Z *8SSOP 1S24C16B-3G *8SO 1S24C16B-3P 1S24C16B-3Z *8SSOP
1S24C16-P 1524C256-2G *8SO 1S24C256-2Gl 1524C256-2GL1 *8SO
1S24C256-2P 1S24C256-2PI 1S24C256-2PLI 1S24C256-2WI
1S24C256-2WLI 1524C256-3G *8SO 1S24C256-3P 1S24C256A-2G *8S0O

1S24C256A-2GlI

1S24C256A-2GLI *8SO

1S24C256A-2P

1S24C256A-2PI

1S24C256A-2PLI

1S24C256A-2WI

1S24C256A-2WLI

1524C256C-2G *8SO

1S24C256C-2Gl

1S24C256C-2GLI *8SO

1S24C256C-2P

1S24C256C-2PI

1524C256C-2PLI

1524C256C-2WI

1S24C256C-2WLI

1524C32-2G *8SO

1S24C32-2P 1S24C32-3G *8SO 1S24C32-3P 1S24C32A-2G *8SO
1S24C32A-2P 1S24C32A-2Z *8SSOP 1S24C32B-2G *8SO 1524C32B-2P
1S24C32B-2Z *8SSOP 1S24C32C-2DLI-TR *8DFN 1S24C32C-2G *8SO 1S24C32C-2GL1 *8SO
1S24C32C-2P 1S24C32C-2PLI 1S24C32C-2SL1 *8MSOP 1524C32C-2Z *8SSOP

1S24C32C-2ZL| *8TSSOP

1S24C52-2G *8SO

1S24C52-2S *8MS

1S24C52-2Z *8SSOP

1524C52-3G *8SO

1524C52-3S *8MS

1S24C52-3Z *8SSOP

1524C64-2G *8SO

1S24C64-2P 1S24C64-3G *8SO 1S24C64-3P 1S24C64A-2G *8SO
1S24C64A-2P 1S24C64A-2Z *8SSOP 1S24C64B-2G *8SO 1524C64B-2P
1S24C64B-2Z *8SSOP 1S24C64C-2G *8SO 1S24C64C-2P 1S24C64C-2Z *BSSOP
1524C64-G *8SO 1S24C64-P 1525C01-2G *8SO 1S25C01-2P
1S25C01-3G *8SO 1S25C01-3P 1525C02-2G *8SO 1S25C02-2P
1S25C02-2Z *8SSOP 1525C02-3G *8SO 1525C02-3P 1525C02-3Z *8SSOP
1S25C04-2G *8SO 1S25C04-2P 1S25C04-2Z *8SSOP 1S25C04-3G *8SO

1S25C04-3P

1S25C04-3Z *8SSOP

1525C08-2G *8SO

1S25C08-2P

1S25C08-2Z *8SSOP

1S25C08-3G *8SO

1S25C08-3P

1S25C08-3Z *8SSOP

1S25C08B-2G *8SO

1S25C08B-2P

1S25C08B-2Z *8SSOP

1S25C08B-3G *8S0O

1S25C08B-3P

1S25C08B-3Z *8SSOP

1S25C128-2G *8SO

1525C128-2Z *8SSOP

1S25C128-3G *8SO

1525C128-3Z *8SSOP

1S25C128A-2G *8S0O

1IS25C128A-2Z *8SSOP

1S25C128A-3G *8S0O

1S25C128A-3Z *8SSOP

1S25C16-2G *8SO

1S25C16-2P

1S25C16-2Z *8SSOP

1S25C16-3G *8SO

1S25C16-3P

1S25C16-3Z *8SSOP

1S25C16B-2G *8SO

1S25C16B-2P

1S25C16B-2Z *8SSOP

1S25C16B-3G *8SO

1S25C16B-3P

1S25C16B-3Z *8SSOP

1S25C256-2G *8SO

1525C256-2Z *8SSOP

1525C256-3G *8SO

1S25C256-3Z *8SSOP

1S25C256A-2G *8S0O

I1S25C256A-2Z *8SSOP

1S25C256A-3G *8S0O

1IS25C256A-3Z *8SSOP

1S25C32A-2G *8SO

IS25C32A-2P

IS25C32A-2Z *8SSOP

IS25C32A-3G *8S0O

IS25C32A-3P

I1S25C32A-3Z *8SSOP

1S25C32B-2G *8S0O

1S25C32B-2P

1S25C32B-2Z *8SSOP

1S25C32B-3G *8S0O

1S25C32B-3P

1S25C32B-3Z *8SSOP

1S25C64A-2G *8SO

I1S25C64A-2P

1S25C64A-2Z *8SSOP

1S25C64A-3G *8S0O

1S25C64A-3P

1IS25C64A-3Z *8SSOP

1S25C64B-2G *8SO

1S25C64B-2P

1S25C64B-2Z *8SSOP

1S25C64B-3G *8SO

1525C64B-3P

1S25C64B-3Z *8SSOP

1S34C02-2G *8SO

1S34C02-2S *8MS

1S34C02-2Z *8SSOP

1S34C02-3G *8SO

1S34C02-3S *8MS

1S34C02-3Z *8SSOP

1S34C02B-2DL1 *8DFN

1S34C02B-2ZL | *8SSOP

1S34C02B-3G *8SO

1S34C02B-3S *8MS

1S34C02B-3Z *8SSOP

1S34C02B-3ZL | *8SSOP

1S93C46

1S93C46-3GR *8SO

1S93C46-3P

1IS93C46A-3G *8SO

1S93C46A-3G(x8) *8SO

1IS93C46A-3GR *8SO

1IS93C46A-3GR(x8) *8SO

IS93C46A-3P

1S93C46A-3P(x8)

IS93C46A-3Z *8SSOP

1S93C46A-3Z(x8) *8SSOP

1S93C46B-3G *8SO

1S93C46B-3GR *8SO

1S93C46B-3P

1S93C46B-3Z *8SSOP

1S93C46D-2G *8SO

1S93C46D-2G(x8) *8SO

1S93C46D-2GR *8SO

1S93C46D-2GR(x8) *8SO

1S93C46D-2P

1S93C46D-2P(x8)

1S93C46D-2Z *8SSOP

1S93C46D-2Z(x8) *8SSOP

1S93C46D-3GR *8SO

1S93C46D-3GR(x8) *8SO

1S93C46D-3P

1S93C46D-3P(x8)

1S93C56

1S93C56-3GR *8SO

1S93C56-3P

IS93C56A-2GR *8SO

IS93C56A-2GR(x8) *8SO

IS93C56A-2P

1S93C56A-2P(x8)

1IS93C56A-2Z *8SSOP

IS93C56A-2Z(x8) *8SSOP

1IS93C56A-3GR *8SO

IS93C56A-3GR(x8) *8SO

IS93C56A-3P

1S93C56A-3P(x8)

IS93C56A-3Z *8SSOP

IS93C56A-3Z(x8) *8SSOP

1S93C66

1S93C66-3GR *8SO

1S93C66-3P

IS93C66A-2GR *8SO

IS93C66A-2GR(x8) *8SO

IS93C66A-2P

1S93C66A-2P(x8)

I1S93C66A-2Z *8SSOP




1S93C66A-2Z(x8) *8SSOP

1IS93C66A-3GR *8SO

1S93C66A-3GR(x8) *8SO

IS93C66A-3P

1S93C66A-3P(x8)

IS93C66A-3Z *8SSOP

1S93C66A-3Z(x8) *8SSOP

IS93C76A-2GR *8SO

1S93C76A-2GR(x8) *8SO

IS93C76A-2P

1S93C76A-2P(x8)

IS93C76A-2Z *8SSOP

IS93C76A-2Z(x8) *8SSOP

IS93C76A-3GR *8SO

IS93C76A-3GR(x8) *8SO

IS93C76A-3P

1S93C76A-3P(x8)

1IS93C76A-3Z *8SSOP

1S93C76A-3Z(x8) *8SSOP

IS93C86A-2GR *8SO

IS93C86A-2GR(x8) *8SO

IS93C86A-2P

1S93C86A-2P(x8)

IS93C86A-2Z *8SSOP

1S93C86A-2Z(x8) *8SSOP IS93C86A-3GR *8S0 1S93C86A-3GR(x8) *850 IS93C86A-3P
1S93C86A-3P(x8) IS93C86A-3Z *8SSOP 1S93C86A-3Z(x8) *8SSOP

MPU

IS89C51A IS89C51A *44PLCC 1S89C52 1S89C52 *44PLCC
IS89C52A ISB9C52A *44PLCC 1S89C54 1S89C54-5V
1S89C58 1S89C58-5V 1S89C64 1S89C64-5V
IS8ILV51A ISBILV51A *44PLCC IS8ILV52A ISBILV52A *44PLCC
E(E)PROM

1S27C010 1S27C010 *32PL 1S27C020 1S27C020 *32PL
1S27C256 1S27C512 1S27C512 *28TS IS27DV256
1S27HC010 1S27HC010 *32PL 1S27HC020 1S27HC020 *32PL
IS27HC256 IS27HC512 IS27HC512 *28TS 1S27L V010
1S27LV010 *32PL 1S27L V020 1S27LV020 *32PL 1S27L V256
1S27LV512 IS27LV512 *28TS 1S28F010 IS28F010 *32PL
1S28F020 1S28F020 *32PL 1S29F010 IS29F010 *32PL
1S39L V010 *32PL 1S39L V010 *32TS 1S39L V040 *32PL 1S39L V040 *32TS
1S39L V512 *32PL IS39L V512 *32TS IS49FLO04T *32PL

Intersil

SPROM

SPROM

[x5168 [X5168 *8S0 [X5169 [X5169 *8S0

Icmic

SPROM

SPROM

X84640P X84640P-1.8 X84640P-2.5 X84640S8 *8S0
X8464058-1.8 *8S0 X8464058-2.5 *8S0 X84640Z *8XBGA

KODENSHI

SPROM

SPROM

KK24L.C02 KK24LC02 *8SO KK24LC02B KK24LC02B *8S0
KK24LC04 KK24LC04 *8S0 KK24LC04B KK24LC04B *8S0
KK24L.C08 KK24LC08 *8S0 KK24LC08B KK24LC08B *850
KK24LC16 KK24LC16 *8S0 KK24LC16B KK24LC16B *8S0
KENWOOD

SPROM

SPROM

[KKZ01 *850 [KKZ06F *850

K-LINE

SPROM

SPROM

K24C02 K24C02 *8S0 K24C02 *8SSOP K24C02C
K24C02C *850 K24C02C *8SSOP K24C04 K24C04 *8S0
K24C04 *8SSOP K24C04C K24C04C *8S0 K24C04C *8SSOP
K24C08 K24C08 *8S0 K24C08 *8SSOP K24C08C
K24C08C *8S0 K24C08C *8SSOP K24C16 K24C16 *8S0




[K24C16 *8SSOP [K24c16C [K24C16C *850 [K24C16C *8SSOP
LIZE

SPROM

SPROM

1.24C02 L24C02 *8DFN L.24C02 *8S0 L24C02 *8SSOP
L24C02B L24C02B *8DFN L24C02B *8S0 L24C02B *8SSOP
1.24C04 L24C04 *8DFN L24C04 *8S0 L24C04 *8SSOP
L.24C08 L24C08 *8DFN L.24C08 *8S0O L24C08 *8SSOP
1.24C08B L24C08B *8DFN 1.24C08B *8SO L24C08B *8SSOP
1L.24C128 L24C128 *8SO L.24C128 *8SSOP L24C16

L.24C16 *8DFN L24C16 *8S0 L24C16 *8SSOP L24C256

L24C256 *8SO L24C256 *8SSOP L24C32 L24C32 *8S0
L24C32 *8SSOP L24C64 L24C64 *8S0 L24C64 *8SSOP

LG

MPU

MPU

GMS97C51 GMS97C51 *44PLCC GMS97C52 GMS97C52 *44PLCC
GMS97C54 GMSQ7C54 *44PLCC GMS97C56 GMS97C56 *44PLCC
GMS97C58 GMS97C58 *44PLCC GMS97L51 GMS97L51 *44PLCC
GMS97L52 GMSQ7L52 *44PLCC GMS97L54 GMSQ7L54 *44PLCC
GMS97L56 *44PLCC

LATTICE

PLD

PLD

GAL16LV8 GAL16LV8 *20PL GAL16LV8C GAL16LV8C *20PL
GAL16LV8Z GAL16LV8Z *20PL GAL16LV8ZD GAL16LV8ZD *20PL
GAL16V8 GAL16V8 *20PL GAL16V8A GAL16V8A *20PL
GAL16V8B GAL16V8B *20PL GAL16V8C GAL16V8C *20PL
GAL16V8D GAL16V8D *20PL GAL16V8Z GAL16V8Z *20PL
GAL20V8 GAL20V8A GAL20V8B GAL20V8C
GAL20V8D GAL20V8Z GAL22V10 GAL22V10 *24S0IC
GAL22V10A GAL22V10A *24S0IC GAL22V10B GAL22V10B *24S0IC
GAL22V10C GAL22V10C *24S0IC GAL22V10D GAL22V10D *24S0IC
LinkSmart

SPROM E(E)PROM

SPROM

1.24C02 L24C02 *8S0 L.24C02 *8SSOP L24C04

L24C04 *8S0O L24C04 *8SSOP L24M04 L24M04 *8S0
L24M04 *8SSOP L24MO08 L24MO08 *8S0 L24MO08 *8SSOP
L24W02 L24W02 *8S0 L24W02 *8SSOP L24W04

L24W04 *8S0 L24W04 *8SSOP L24W08 L24W08 *8S0
L.24W08 *8SSOP L24W16 L24W16 *8S0 L24W16 *8SSOP
L24W32 L24W32 *8S0 L24W32 *8SSOP L24W64

L24W64 *8S0 L24W64 *8SSOP

E(E)PROM
[L27002AL *32PL [L27002AP

Litao

SPROM

SPROM

LT24C01 LT24C02 [LT24C04 [LT24C08

LT24C16

Lyontek




SPROM

SPROM

LY24C02 LY24C02 *8S0 LY24C02 *8SSOP LY24C04

LY?24C04 *850 LY24C04 *8SSOP LY?24C08 LY24C08 *8S0
LY24C08 *8SSOP LY24C16 LY24C16 *850 LY24C16 *8SSOP
MOSEL_VITELIC

MPU E(E)PROM

MPU

MSU1958 MSU1958 *44PLCC MSU2953 MSU2953 *44PLCC
MSU2955 MSU2955 *44PLCC MSU2956 MSU2956 *44PLCC
MSU2957 MSU2957 *44PLCC MSU2958 MSU2964
MSU2964 *44PLCC

E(E)PROM

V29L.C51000 V29L.C51000 *32PL V29L.C51001 [V29L.C51001 *32PL
V291 C51002 V29 C51002 *32PL

MICROCHIP

SPROM MPU E(E)PROM

SPROM

24AA00 24AA00-MC *8DFN 24AA00-P 24AA00-SN *8S0
24AA00-ST *8SSOP 24AA01 24AA014 24AA014 *8SSOP
24AA014/SN *850 24AA014-MC *8DFN 24AA014-MS *8MS 24AA014P
24AA014-ST *8SSOP 24AA01-MC *8DFN 24AA01-MS *8MS 24AA01-P
24AA01-SM *8SOP 24AA01-SN *8S0 24AA01-ST *8SSOP 24AA02
24AA02/SM *8SOP 24AA02/SN *8S0 24AA024 24AA024 *8SSOP
24AA024/SN *850 24AA024-MC *8DFN 24AA024-MS *8MS 24AA024-P

24AA024-ST *8SSOP 24AA025 24AA025 *8SSOP 24AA025/SN *8SO
24AA025-MC *8DFN 24AA025-MS *8MS 24AA025-P 24AA025-ST *8SSOP
24AA02H-MN *8DFN 24AA02H-MS *8MS 24AA02H-P 24AA02H-SN *8SO

24AA02H-ST *8SSOP

24AA02-MC *8DFN

24AA02-MS *8MS

24AA02-P

24AA02-ST *8SSOP

24AA04

24AA04/SM *8SOP

24AA04/SN *8SO

24AA04-MC *8DFN

24AA04-MS *8MS

24AA04-P

24AA04-ST *8SSOP

24AA08

24AA08/SM *8SOP

24AA08/SN *8SO

24AA08-MC *8DFN

24AA08-MS *8MS

24AA08-P

24AA08-ST *8SSOP

24AA128

24AA128/SN *8SO

24AA128-MF *8DFN

24AA128-MS *8MS

24AA128-P

24AA128-SM *8SOP 24AA128-ST *8SSOP 24AA16 24AA16/SN *8SO
24AA164 24AA164 *8SO 24AA16-MC *8DFN 24AA16-MS *8MS
24AA16-P 24AA16-ST *8SSOP 24AA174 24AA174 *8S0O
24AA256 24AA256/SM *8SOP 24AA256-MF *8DFN 24AA256-MS *8MS
24AA256-P 24AA256-SM *8SOP 24AA256-ST *8SSOP 24AA32

24AA32A 24AA32A/SM *8SOP 24AA32A/SN *8SO 24AA32A-MC *8DFN
24AA32A-MS *8MS 24AA32A-P 24AA32A-ST *8SSOP 24AA512
24AA512/SM *8SOP 24AA512-MF *8DFN 24AA512-MS *8MS 24AA512-P

24AA512-SN *8SOP

24AA512-ST *8SSOP

24AA515

24AA515/SM *8SOP

24AA52

24AA52/SN *8SO

24AA64

24AA64/SM *8SOP

24AA64/SN *8SO 24AA64/ST *8TSSOP 24AA64-MC *8DFN 24AA64-MS *8MS
24AA64-P 24AA64-ST *8SSOP 24AA65 24C00

24C00-MC *8DFN 24C00-P 24C00-SN *8SO 24C00-ST *8SSOP
24C01 24C01A 24C01B 24C01B/SN *8SO
24C01C 24C01C/SN *8SO 24C01C-MC *8DFN 24C01C-P
24C01C-ST *8SSOP 24C02 24C02A 24C02B
24C02B/SN *8S0 24C02C 24C02C/SN *8SO 24C02C-MC *8DFN
24C02C-P 24C02C-ST *8SSOP 24C04 24C04A
24C04A/SM *8SOP 24C04A/SN *8SO 24C04B 24C08

24C08A 24C08B 24C08B/SN *8SO 24C128

24C16 24C16A 24C16B 24C16B/SN *8SO
24C256 24C256/SM *8SOP 24C256-MF *8DFN 24C256-MS *8MS
24C256-P 24C256-SM *8SOP 24C256-ST *8SSOP 24C32

24C32A 24C32A/SM *8SOP 24C32A/SN *8SO 24C512
24C512/SM *8SOP 24C512-MF *8DFN 24C512-MS *8MS 24C512-P
24C512-SN *8SOP 24C512-ST *8SSOP 24C64 24C65

24FC128 24FC128/SN *8SO 24FC128-MF *8DFN 24FC128-MS *8MS
24FC128-P 24FC128-SM *8SOP 24FC128-ST *8SSOP 24FC16

24FC16/SN *8SO 24FC256 24FC256/SM *8SOP 24FC256-MF *8DFN
24FC256-MS *8MS 24FC256-P 24FC256-SM *8SOP 24FC256-ST *8SSOP
24FC32 24FC512 24FC512/SM *8SOP 24FC512-MF *8DFN
24FC512-MS *8MS 24FC512-P 24FC512-SN *8SO 24FC512-ST *8SSOP




24FC515 24FC515/SM *8SOP 24FC64-MC *8DFN 24FC64-MS *8MS
24FC64-P 24FC64-SM *8SOP 24FC64-SN *8SO 24FC64-ST *8SSOP
24FC65 24LC00 24L.C00-MC *8DFN 24L.C00-P
241.C00-SN *8SO 241 C00-ST *8SSOP 241.C014 241.C014 *8SSOP
241.C014/SN *8SO 24L.C014-MC *8DFN 24L.C014-MS *8MS 24L.C014P

241.C014-ST *8SSOP 24L.C01B 241 C01B/SM *8SOP 241 C01B/SN *8SO
24L.C01B-MC *8DFN 24LC01B-MS *8MS 24LC01B-P 24LC01B-ST *8SSOP
241.C024 241.C024 *8SSOP 241 C024/SN *8SO 241.C024-MC *8DFN
24L.C024-MS *8MS 24L.C024-P 24L.C024-ST *8SSOP 24L.C025

241.C025 *8SSOP 241 C025/SN *8SO 241.C025-MC *8DFN 241.C025-MS *8MS
24L.C025-P 24L.C025-ST *8SSOP 24L.C02B 241.C02B/SM *8SOP

241.C02B/SN *8SO

241.C02BH-MN *8DFN

241 C02BH-MS *8MS

241 C02BH-P

24L.C02BH-SN *8SO

24LC02BH-ST *8SSOP

24L.C02B-MC *8DFN

24LC02B-MS *8MS

241.C02B-P

241 C02B-ST *8SSOP

241.C04B

241.C04B/SM *8SOP

241.C04B/SN *8SO

24LC04B-MC *8DFN

24L.C04B-MS *8MS

24L.C04B-P

24LC04B-ST *8SSOP 24LC08B 24LC08B/SM *8SOP 24LCO8B/SN *850
24LC08B-MC *38DFN 24LC08B-MS *8MS 24LC08B-P 24L.C08B-ST *8SSOP
24LC1025 24LC128 24LC128/SN *850 24LC128-MF *8DFN
24LC128-MS *8MS 24LC128-P 24LC128-SM *8SOP 24L.C128-ST *8SSOP
24LC164 24LC164 *850 24LC16B 24LC16B/SN *850
24LC16B-MC *38DFN 24LC16B-MS *8MS 24LC16B-P 24LC16B-ST *8SSOP
24LC174 24LC174 *850 24LC21 24LC21/SN *850

24LC21A 24LC21A/SN *850 24LC22A 24LC22AJSN *850

24LC256 24L.C256/SM *8SOP 24LC256-MF *8DFN 24LC256-MS *8MS
24LC256-P 24L.C256-SM *8SOP 24LC256-ST *8SSOP 24LC32

24LC32A 24LC32A/SM *8SOP 24LC32AJSN *8S0 24LC32A-MC *8DFN
24LC32A-MS *8MS 24LC32A-P 24LC32A-ST *8550P 24LC512

24LC512/SM *8SOP 24LC512-MF *8DFN 24LC512-MS *8MS 24LC512-P

24LC512-SN *850 24LC512-ST *8SSOP 24LC515 24LC515/SM *8S0P

24LC64 24L.C64/SM *8SOP 24LCB4/SN *8S0 24LC64/ST *8TSSOP
24LC64-MC *8DFN 24LC64-MS *8MS 24LC64-P 24L.C64-ST *8SSOP

24LC65 24LCS21 24LCS21/SN *8S0 24LCS21A

24LCS21A/SN *850 24LCS22A 24LCS22AJSN *850 24LCS52

24LCS52/SN *8S0 25AA010A(25AA01AE) *850 25AA010A(25AA01AI) *850 25AA010A(401) *8DFN
25AA010A(5A1A) *8TSSOP 25AA010A(SA1AE) *8MS 25AA010A(SALAI) *8MS 25AA010A(ALAX) *8TSSOP
25AA010AE 25AA010AI 25AA020A(25AA02AE) *850 25AA020A(25AA02A1) *8S0
25AA020A(411) *8DFN 25AA020A(5A2A) *8TSSOP 25AA020A(5A2AE) *8MS 25AA020A(5AZA1) *8MS
25AA020A(A2AX) *8TSSOP 25AA020AE 25AA020Al 25AA040

25AA040/SN *850 25AA040A(25AA04AE) *850 25AA040A(25AA04A1) *850 25AA040A(421) *8DFN
25AA040A(5A4A) *3TSSOP 25AA040A(SA4AE) *8MS 25AA040A(5A4AI) *BMS 25AA040A(A4AX) *BTSSOP
25AA040AE 25AA040AI 25AA080 25AA080/SN *8S0
25AA080A(5A8A) *3TSSOP 25AA080AE 25AA080AE(25A080AE)*850 25AA080AE(SABAE) *8MS
25AA080AI 25AA080AI(25A080A1)*850 25AA080AI(5ABAI) *8MS 25AA080B

25AA080B(5A8B) *8TSSOP

25AA080B/SN *8S0O

25AA080BE

25AA080BE(25A080BE)*8SO

25AA080BE(5ASBE) *8MS 25AA080BI 25AA080BI(25A080B1)*8S0 25AA080BI(5A8BI) *BMS
25AA1024 25AA1024 *3DFN 25AA1024 *8S01J 25AA128

25AA128 *3DFN 25AA128 *8S0 25AA128(5AD) *BTSSOP 25AA160

25AA160/SN *8SO 25AA160A(5AAA) *8TSSOP 25AA160AE 25AA160AE(25A160AE)*8S0
25AA160AE(SAAAE) *8MS 25AA160Al 25AA160A1(25A160A1)*8S0 25AA160AI(5AAAL) *8MS
25AA160B 25AA160B(5AAB) *8TSSOP 25AA160B/SN *850 25AA160BE
25AA160BE(25A160BE)*8S0 25AA160BE(SAABE) *8MS 25AA160BI 25AA160B1(25A160B1)*850
25AA160BI(5AABI) *8MS 25AA256 25AA256(25AA256) *8DFN 25AA256(25AA256) *8SO
25AA256(25AA256E) *8S0IC 25AA256(25AA2561) *8S0IC 25AA256(5AE) *8TSSOP 25AA256(5AEX) *8TSSOP
25AA256/SN *8S0 25AA256/SN *8SSOP 25AA256E 25AA256

25AA320 25AA320/SN *8S0 25AA320/SN *8SSOP 25AA320A(5ABA) *8TSSOP
25AA320AE 25AA320AE(25AA32AE)*8S0 25AA320Al 25AA320A1(25AA32A1)*8S0
25AA320A1(5ABAE) *8MS 25AA320A1(5ABAI) *3MS 25AA512 *3DFN 25AA512 *8S01J

25AA512E 25AA512E *8S0 25AA512 25AA5121 *8S0

25AA640 25AA640/SN *8S0 25AA640/ST *8SSOP 25AAG640A(25A640AE) *8S0P

25AAB40A(25A640A1) *850

25AA640A(5AA640A) *8DFN

25AAB40A(5ACA) *8TSSOP

25AA640A(5ACAE) *8MS

25AA640A(5ACAI) *8MS

25AA640A(ACAX) *8TSSOP

25AA640AE

25AA640Al

25C040 25C040/SN *8SO 25C080 25C080/SN *8SO

25C160 25C160/SN *8S0 25C320 25C320/SN *8S0
25C320/ST *8SSOP 25C640 25C640/SN *8S0 25C640/ST *8SSOP
25LCOL0A(25LCO1AE) *8S0 25LCOL0A(25LCO1AI) *850 25LCOL0A(404) *8DFN 25L CO10A(405) *8DFN
25LCOL0A(5L1A) *8TSSOP 25LCO10A(5L1AE) *8MS 25LCOL0A(SLLAI) *8MS 25LCO10A(L1AX) *8TSSOP
25LCOL0AE 25LCO10Al 25LC020A(25LCO2AE) *8S0 25LC020A(25LC02Al) *850
25LC020A(414) *8DFN 25LC020A(415) *8DFN 25LC020A(5L2A) *8TSSOP 25LC020A(5L2AE) *8MS
25LC020A(5L2Al) *BMS 25LC020A(L2AX) *8TSSOP 25LCO20AE 25LC020Al

25L.C040 25LC040/SN *8SO 25L CO40A(25LCO4AE) *8S0 25L CO40A(25LC04AI) *8S0
25 CO40A(424) *8DFN 25L C040A(425) *8DFN 25L CO40A(5L4A) *8TSSOP 25L CO40A(SLAAE) *8MS
25LCO40A(SLAAI) *BMS 25L CO40A(L4AX) *8TSSOP 25LCOA0AE 25L CO40Al

25L.C080 25L.C080/SN *8S0 25L COB0A(5L8A) *8TSSOP 25L COB0AE

25LCO80AE(25L080AE)*8SO 25L CO80AE(5L8AE) *8MS 25LCO80AI 251 CO80AI(25L080AI)*8SO
25LCO080AI(5L8AI) *8MS 25L.C080B 25L.C080B(5L8B) *8TSSOP 25L.C080B/SN *8SO
25L.C080BE 25L CO80BE(25L080BE)*8SO 25L.CO80BE(5L8BE) *8MS 25L.C080BI
25L.C080BI(25L080BI1)*8SO 25L.C080BI(5L8BI) *8MS 25LC1024 25L.C1024 *8DFN
25L.C1024 *8SO1J 25L.C128 25L.C128 *8DFN 25L.C128 *8SO




25LC128(5LD) *8TSSOP 25LC160 25LC160/SN *850 25LC160A(5LAA) *8TSSOP
25LC160AE 25LC160AE(25L160AE)*8S0 25LC160AE(SLAAE) *8MS 25LC160Al
25LC160A1(25L160A1)*8S0 25LC160AI(5LAAI) *8MS 25LC160B 25LC160B(5LAB) *8TSSOP
25LC160B/SN *850 25LC160BE 25LC160BE(25L160BE)*8S0 25LC160BE(5LABE) *8MS
25LC160BI 25 C160B1(25L160B1)*850 25LC160BI(SLABI) *8MS 25L.C256
25LC256(25LC256) *8DFN 25LC256(25LC256) *8S0 25LC256(25LC256E) *8S0IC 25LC256(25LC2561) *8S01C
25LC256(5LE) *8TSSOP 25L C256(5LEX) *8TSSOP 25LC256/SN *850 25L.C256/SN *8SSOP
25LC256E 25LC256l 25LC320 25LC320/SN *8S0
25LC320/SN *8SSOP 25LC320A(5LBA) *8TSSOP 25LC320AE 25L C320AE(25L C32AE)*850
25LC320AE(SLBAE) *8MS 25LC320Al 25LC320A1(25LC32A1)*850 25LC320AI(5LBAI) *8MS
25LC640 25LC640/SN *850 25LC640/ST *8SSOP 25 C640A(25L640AE) *850
25LC640A(25L640Al) *8S0 25LC640A(5LC640A) *8DFN 25LC640A(5LCA) *8TSSOP 25LC640A(5LCAE) *8MS
25LC640A(SLCAI) *8MS 25 C640A(LCAX) *8TSSOP 25LC640AE 25LC640Al

4A02H *8MS 4A2H *8SSOP 4L2BH *8MS 4L2H *8SSOP

59C11 85C72 85C82 85C92

93AA46 93AA46(x8) 93AA46/SN *8S0 93AA46/SN(x8) *850
93AA46/ST *8SSOP 93AA4E/ST (x8) *8SSOP 93AA46A 93AAL6A *850
93AA46A *8SSOP 93AA46A/MC *8QFN 93AA46AIMS *8MS 93AA4BAISN *850
93AA4BA/ST *85SOP 93AAL6AX 93AA4BAX/MS *8MS 93AA46AX/SN *8SO
93AA4BAX/ST *8SSOP 93AA46B 93AA46B *850 93AA46B *8SSOP
93AA46B/MC *8QFN 93AA46B/MS *8MS 93AA46B/SN *8S0 93AA46B/ST *8SSOP
93AA46BX 93AA4EBX/MS *8MS 93AA46BX/SN *8S0 93AA4BBX/ST *85SOP
93AA46C 93AA46C *8SO 93AA46C *8SSOP 93AA46C/MC *8QFN
93AA46C/MS *8MS 93AA46C/SN *8SO 93AA46C/ST *BSSOP 93AA46CX
93AA46CXIMS *8MS 93AAA6CX/SN *850 93AA46CX/ST *85S0P 93AA56

93AA56(x8) 93AA56/SN *850 93AA56/SN(x8) *850 93AAB56/ST *8SSOP
93AAB6/ST(x8) *8SSOP 93AA56A 93AA56A/MC *8QFN 93AA56A/MS *8MS
93AA56A/SN *8S0 93AA56A/ST *85S0P 93AAB6AX 93AA56AX/MS *8MS
93AA56AX/SN *850 93AABBAX/ST *8SSOP 93AA56B 93AA56B/MC *8QFN
93AA56B/MS *8MS 93AA56B/SN *850 93AAB6B/ST *8SSOP 93AAB6BX
93AABEBX/MS *8MS 93AA56BX/SN *850 93AAB6BX/ST *8550P 93AA56C

93AA56C/MC *8QFN 93AA56C/MS *38MS 93AA56C/SN *8S0 93AA56C/ST *8SSOP
93AAB6CX 93AA56CX/MS *8MS 93AA56CX/SN *850 93AAB6CX/ST *8SSOP
93AAG6 93AAB6(x8) 93AAB6/SN *8S0 93AAB6/SN(x8) *850
93AAGB6/ST *8SSOP 93AAB6/ST(x8) *8SSOP 93AAGEA 93AAB6A/MC *8QFN
93AAG6AIMS *8MS 93AABBAISN *850 93AAGBBA/ST *8SSOP 93AABBAX
93AABBAX/MS *8MS 93AABB6AX/SN *8S0 93AABBAX/ST *8SSOP 93AAG6B

93AA66B/MC *8QFN 93AAB6B/MS *38MS 93AAG6B/SN *8S0 93AAB6B/ST *8SSOP
93AAB6BX 93AABEBX/MS *8MS 93AAGBBX/SN *850 93AABEBX/ST *85SOP
93AAB6C 93AAB6C/MC *8QFN 93AAB6C/MS *8MS 93AAB6C/SN *8SO
93AAB6C/ST *8SSOP 93AABBCX 93AABB6CX/MS *8MS 93AABECX/SN *850
93AABBCX/ST *8SSOP 93AAT6 93AAT6(x8) 93AAT6/SN *850
93AAT6/SN(x8) *850 93AATEA 93AAT6A/MC *8QFN 93AATEAIMS *8MS
93AATBAISN *8S0 93AATBA/ST *8550P 93AATBAX 93AATEAX/MS *8MS
93AATBAX/SN *850 93AATBAX/ST *8SSOP 93AAT6B 93AAT6B/MC *8QFN
93AAT6B/MS *8MS 93AAT6B/SN *8S0 93AAT6B/ST *8SSOP 93AATEBX
93AATEBX/MS *8MS 93AATEBX/SN *850 93AAT6BX/ST *8550P 93AAT6C

93AAT6C/MC *8QFN 93AAT6C/MS *38MS 93AAT6C/SN *8SO 93AAT6C/ST *8SSOP
93AATECX 93AAT6CX/IMS *8MS 93AATBCX/SN *850 93AATBCX/ST *8SSOP
93AA86 93AAB86(x8) 93AA86/SN *8S0 93AAB86/SN(x8) *850
93AAB6A 93AAB6A/MC *8QFN 93AAB6A/MS *8MS 93AABBA/SN *850
93AAB6A/ST *8SSOP 93AAB6AX 93AABBAX/MS *8MS 93AAB6AX/SN *8S0
93AAB6AX/ST *8SSOP 93AA86B 93AA86B/MC *8QFN 93AA86B/MS *8MS
93AAB86B/SN *850 93AAB86B/ST *8SSOP 93AABEBX 93AA86BX/MS *8MS
93AAB6BX/SN *850 93AAB6BX/ST *85SOP 93AAB86C 93AAB6C/MC *8QFN
93AAB6C/MS *8MS 93AAB86C/SN *8S0 93AAB6C/ST *BSSOP 93AAB6CX
93AAB6CX/MS *8MS 93AAB6CX/SN *850 93AAB6CX/ST *8550P 93C06

93C06 *850 93C46 93C46(x8) 93C46A

93C46A/MC *8QFN 93C46A/MS *8MS 93C46A/SN *850 93C4BA/ST *85SOP
93C46AX 93C46AX/MS *38MS 93C46AX/SN *8SO 93C4BAX/ST *8SSOP
93C46B 93C46B/MC *8QFN 93C46B/MS *8MS 93C46B/SN *8S0
93C46B/ST *8SSOP 93C46BX 93C46BX/MS *8MS 93C46BX/SN *8S0
93C46BX/ST *85S0P 93C46C 93C46C *850 93C46C *8SSOP
93C46C/MC *8QFN 93C46C/MS *8MS 93C46C/SN *8S0 93C46C/ST *8SSOP
93C46CX 93C46CXIMS *8MS 93C46CX/SN *850 93C46CX/ST *8SSOP
93C56 93C56(x8) 93C56A 93C56A/MC *8QFN
93C56A/MS *8MS 93C56A/SN *850 93C56A/ST *8SSOP 93C56AX

93C56AX/MS *8MS 93C56AX/SN *850 93C56AX/ST *8SSOP 93C56B

93C56B/MC *8QFN 93C56B/MS *8MS 93C56B/SN *850 93C56B/ST *8SSOP
93C56BX 93C56BX/MS *8MS 93C56BX/SN *850 93C56BX/ST *85SOP
93C56C 93C56C/MC *8QFN 93C56C/MS *8MS 93C56C/SN *8S0
93C56C/ST *8SSOP 93C56CX 93C56CX/MS *8MS 93C56CX/SN *8S0
93C56CX/ST *85SOP 93C66 93C66(x8) 93C66A

93C66A/MC *8QFN 93C66A/MS *8MS 93C66A/SN *850 93C66A/ST *8SSOP
93C66AX 93C66AX/MS *8MS 93C66AX/SN *8S0 93C66AX/ST *8SSOP
93C66B 93C66B/MC *8QFN 93C66B/MS *8MS 93C66B/SN *8S0
93C66B/ST *8SSOP 93C66BX 93C66BX/MS *8MS 93C66BX/SN *850
93CB6BX/ST *8550P 93C66C 93C66C/MC *8QFN 93C66C/MS *8MS




93C66C/SN *8SO 93C66C/ST *8SSOP 93C66CX 93C66CX/MS *8MS
93C66CX/SN *8SO 93C66CX/ST *8SSOP 93C76 93C76(x8)

93C76/SN *8SO 93C76/SN(x8) *8SO 93C76A 93C76A/MC *8QFN
93C76A/MS *8MS 93C76A/SN *8SO 93C76A/ST *8SSOP 93C76AX
93C76AX/MS *8MS 93C76AX/SN *8SO 93C76AX/ST *8SSOP 93C76B

93C76B/MC *8QFN 93C76B/MS *8MS 93C76B/SN *8SO 93C76B/ST *8SSOP
93C76BX 93C76BX/MS *8MS 93C76BX/SN *8SO 93C76BX/ST *8SSOP
93C76C 93C76C/MC *8QFN 93C76C/MS *8MS 93C76C/SN *8SO
93C76C/ST *8SSOP 93C76CX 93C76CX/MS *8MS 93C76CX/SN *8SO
93C76CX/ST *8SSOP 93C86 93C86(x8) 93C86/SN *8SO
93C86/SN(x8) *8SO 93C86A 93C86A/MC *8QFN 93C86A/MS *8MS
93C86A/SN *8SO 93C86A/ST *8SSOP 93C86AX 93C86AX/MS *8MS
93C86AX/SN *8SO 93C86AX/ST *8SSOP 93C86B 93C86B/MC *8QFN
93C86B/MS *8MS 93C86B/SN *8SO 93C86B/ST *8SSOP 93C86BX
93C86BX/MS *8MS 93C86BX/SN *8SO 93C86BX/ST *8SSOP 93C86C

93C86C/MC *8QFN 93C86C/MS *8MS 93C86C/SN *8SO 93C86C/ST *8SSOP
93C86CX 93C86CX/MS *8MS 93C86CX/SN *8SO 93C86CX/ST *8SSOP
93L.C46 93L.C46(x8) 93LC46A 93LC46A/MC *8QFN
93LC46A/SN *8SO 93LC46A/ST *8SSOP 93LC46AX/SN *8SO 93LC46AX/ST *8SSOP
93L.C46B 93LC46B/MC *8QFN 93LC46B/MS *8MS 93LC46B/SN *8SO
93LC46B/ST *8SSOP 93LC46BX/SN *8SO 93LC46BX/ST *8SSOP 93LC46C
93LC46C/MC *8QFN 93LC46C/MS *8MS 93LC46C/SN *8SSOP 93LC46C/ST *8SO
93LC46CX 93LC46CX/MS *8MS 93LC46CX/SN *8SSOP 93LC46CX/ST *8SO
93LC56 93L.C56(x8) 93LC56A 93LC56A/MC *8QFN
93LC56A/MS *8MS 93LC56A/SN *8SO 93LC56A/ST *8SSOP 93LC56AX/SN *8SO
93LC56AX/ST *8SSOP 93LC56B 93LC56B/MC *8QFN 93LC56B/MS *8MS
93LC56B/SN *8SO 93LC56B/ST *8SSOP 93LC56BX/SN *8SO 93LC56BX/ST *8SSOP
93LC56C 93LC56C/MC *8QFN 93LC56C/MS *8MS 93LC56C/SN *8SO
93LC56C/ST *8SSOP 93LC56CX 93LC56CX/MS *8MS 93LC56CX/SN *8SO
93LC56CX/ST *8SSOP 93LC66 93L.C66(x8) 93LC66A
93LC66A/MC *8QFN 93LC66A/MS *8MS 93LC66A/SN *8SO 93LC66A/ST *8SSOP
93LC66AX/SN *8SO 93LC66AX/ST *8SSOP 93LC66B 93LC66B/MC *8QFN
93LC66B/MS *8MS 93LC66B/SN *8SO 93LC66B/ST *8SSOP 93LC66BX/SN *8SO
93LC66BX/ST *8SSOP 93LC66C 93LC66C/MC *8QFN 93LC66C/MS *8MS
93LC66C/SN *8SO 93LC66C/ST *8SSOP 93LC66CX 93LC66CX/MS *8MS
93LC66CX/SN *8SO 93LC66CX/ST *8SSOP 93LC76 93LC76(x8)
93LC76/SN *8SO 93LC76/SN(x8) *8SO 93LC76A 93LC76A/MC *8QFN
93LC76A/MS *8MS 93LC76A/SN *8SO 93LC76A/ST *8SSOP 93LC76AX
93LC76AX/MS *8MS 93LC76AXI/SN *8SO 93LC76AX/ST *8SSOP 93LC76B
93LC76B/MC *8QFN 93LC76B/MS *8MS 93LC76B/SN *8SO 93LC76B/ST *8SSOP
93LC76BX 93LC76BX/MS *8MS 93LC76BX/SN *8SO 93LC76BX/ST *8SSOP
93LC76C 93LC76C/MC *8QFN 93LC76C/MS *8MS 93LC76C/SN *8SO
93LC76C/ST *8SSOP 93LC76CX 93LC76CX/MS *8MS 93LC76CX/SN *8SO
93LC76CX/ST *8SSOP 93LC86 93L.C86(x8) 93LC86/SN *8SO
93LC86/SN(x8) *8SO 93LC86A 93LC86A/MC *8QFN 93LC86A/MS *8MS
93LC86A/SN *8SO 93LCB6A/ST *8SSOP 93LC86AX 93LC86AX/MS *8MS
93LC86AX/SN *8SO 93LC86AX/ST *8SSOP 93LC86B 93LC86B/MC *8QFN
93LC86B/MS *8MS 93LC86B/SN *8SO 93LC86B/ST *8SSOP 93LC86BX
93LC86BX/MS *8MS 93LC86BX/SN *8SO 93LC86BX/ST *8SSOP 93LC86C
93LC86C/MC *8QFN 93LC86C/MS *8MS 93LC86C/SN *8SO 93LC86C/ST *8SSOP
93LC86CX 93LC86CX/MS *8MS 93LC86CX/SN *8SO 93LC86CX/ST *8SSOP
93LCS56 93LCS56 *8SO 93LCS66 93LCS66 *8SO

AD1 *8DFN AD4 *8DFN ADS5 *8DFN PCD8572

PCD8582 SST25LF010 *8SO SST25LF010A *8SO SST25LF020 *8SO
SST25LF020A *8SO SST25LF020A *8WSON SST25LF040 *8SO SST25LF040 *8WSON
SST25LF040A *8SOP SST25LF040A *8WSON SST25LF080 *8SOP SST25LF080 *8WSON
SST25LF080A *8SOP SST25LF080A *8WSON SST25LF512 *8S0O SST25LF512A *8S0O
SST25VF010 *8SO SST25VF010 *8WSON SST25VF010A *8SO SST25VF010A *8WSON
SST25VF016 *8SO SST25VF016 *8WSON SST25VF016B *8SOP SST25VF016B *8WSON
SST25VF020 *8SO SST25VF020 *8WSON SST25VF032B *8SOP SST25VF032B *8WSON
SST25VF040 *8SOP SST25VF040 *8WSON SST25VF040B *8SOP SST25VF040B *8WSON
SST25VF080 *8SOP SST25VF080 *8WSON SST25VF080B *8SOP SST25VF080B *8WSON
SST25VF512 *8S0O SST25VF512 *8WSON SST25VF512A *8S0O SST25VF512A *8WSON
SST25WF010 *8SO SST25WF016 *8SO SST25WF020 *8SO SST25WF040 *8SO
SST25WF512 *8SO

MPU

CF7645 CF7665 CF7685 P1C12C508

PIC12C508 *8SO P1C12C508 *8SOP PIC12C508A PIC12C508A *8SO
PIC12C508A *8SOP P1C12C508-JW P1C12C509 P1C12C509 *8SO

PIC12C509A PIC12C509A *8SO PIC12C509A *8SOP PIC12C509A-JW
PIC12C671 P1C12C671 *8DFN PIC12C671 *8SO P1C12C672
PIC12C672 *8DFN P1C12C672 *8SO PIC12CE518 PIC12CE518 *8SO
PIC12CE518 *8SOP PIC12CE519 PIC12CE519 *8SO PIC12CE519 *8SOP
PIC12CE673 PIC12CE673 *8SO PIC12CE674 PIC12CE674 *8SO




PIC12F508 P1C12F508 *8SO PIC12F509 P1C12F509 *8MSOP
PIC12F509 *8SO PIC12F615 PIC12F629 PIC12F629 *8DFN
PIC12F629 *8SO PIC12F635 PIC12F635 *8DFN PIC12F635 *8SOP
PIC12F675 PIC12F675 *8DFN PIC12F675 *8SO PIC12F683
PIC12F683 *8SOP PIC12HV615 PIC12L.C508 P1C12LC508 *8SO

PIC12LC508A

PIC12LC508A *8SO

PIC12L C508A *8SOP

PIC12LC508A-JW

PIC12L.C509

P1C12LC509 *8SO

PIC12LC509A

PIC12LC509A *8SO

PIC12LC509A *8SOP

PIC12LC509A-JW

PIC12LC671

PIC12LC671 *8DFN

PIC12LC671 *8SO

PIC12LC672

PIC12LC672 *8DFN

PIC12LC672 *8SO

PIC12LCE518

PIC12LCE518 *8SO

PIC12LCE518 *8SOP

PIC12LCE519

PIC12LCE519 *8S0O

PIC12LCE519 *8SOP

PIC12LCE673

PIC12LCE673 *8SO

PIC12LCE674

PIC12LCE674 *8SO

PIC12LF629 *8DFN

PIC12LF675 *8DFN

PIC12LF675 *8SO PI1C16C554 PIC16C554 *18S0OIC P1C16C556
PIC16C556 *18SOIC PIC16C558 PIC16C558 *18S0OIC PIC16C61
PIC16C61 *18SOIC PIC16C62 PIC16C62 *28SOIC P1C16C62 *28SSOP

PIC16C620 P1C16C620 *18SOIC PIC16C620A PIC16C620A *18SOIC
PIC16C621 P1C16C621 *18SOIC PIC16C621A PIC16C621A *18SOIC
PIC16C622 P1C16C622 *18SOIC PIC16C622A PIC16C622A *18SOIC
PIC16C62A PIC16C62A *28S0IC PIC16C62A *28SSOP P1C16C62B
PIC16C62B *28S0OIC PIC16C62B *28SSOP PIC16C63 PIC16C63 *28S0OIC
PIC16C63A PIC16C63A *28S0IC PIC16C63A *28SSOP PI1C16C64

PIC16C64A PIC16C65 PIC16C65A PIC16C65B

PIC16C66 P1C16C66 *28S0OIC PIC16C67 PIC16C71

PIC16C71 *18SOIC PIC16C710 PIC16C710 *18SOIC PIC16C711
PIC16C711 *18SOIC PIC16C712 PIC16C712 *18S0OIC PIC16C716
PIC16C716 *18SOIC PIC16C717 PIC16C717 *18SOIC PIC16C72

PIC16C72 *28SOIC PIC16C72 *28SSOP PIC16C72A PIC16C72A *28S0IC
PIC16C72A *28SSOP PIC16C73 PIC16C73 *28S0IC PIC16C73A
PIC16C73A *28S0IC PIC16C73B PIC16C73B *28SOIC PIC16C73B *28SSOP
PIC16C74 PIC16C745 PIC16C745 *28S0OIC PIC16C74A
PIC16C74B PIC16C76 PIC16C76 *28SOIC PIC16C765

PIC16C77 PIC16C773 PIC16C773 *28S0OIC PIC16C773 *28SSOP
PIC16C774 PI1C16C84 PIC16CE623 PIC16CE623 *18SOIC
PIC16CE624 PIC16CE624 *18SOIC PIC16CE625 PIC16CE625 *18SOIC
PIC16CR62 PIC16CR620A PIC16CR620A *18S0OIC PIC16CR63
PIC16CR63 *28S0OIC PIC16CR64 PIC16CR65 PIC16CR72
PIC16CR72 *28SOIC PIC16CR72 *28SSOP PIC16CR73 PIC16CR73 *28S0OIC
PIC16CR74 PIC16CR76 PIC16CR76 *28S0OIC PIC16CR77
PIC16CR83 PIC16CR83 *18SOIC PIC16CR84 PIC16CR84 *18SOIC
PIC16F54 PIC16F54 *18SOIC PIC16F57 PIC16F57 *28S0OIC
PIC16F616 PIC16F627 PIC16F627 *18SOIC PIC16F627A
PIC16F627A *18SOIC PIC16F628 PIC16F628 *18SOIC PIC16F628A
PIC16F628A *18SOIC PIC16F630 PIC16F648A PIC16F648A *18SOIC
PIC16F676 PIC16F684 PIC16F716 PIC16F716 *18SOIC
PIC16F72 PIC16F72 *28S0OIC PIC16F72 *28SSOP PIC16F73

PIC16F73 *28S0OIC PIC16F73 *28SSOP PIC16F737 PIC16F737 *28SOIC
PIC16F737 *28SSOP PIC16F74 PIC16F747 PIC16F76

PIC16F76 *28SOIC PIC16F76 *28SSOP PIC16F767 PIC16F767 *28SOIC
PIC16F767 *28SSOP PIC16F77 PIC16F777 PIC16F818

PIC16F818 *18SOIC PIC16F819 PIC16F819 *18S0IC PIC16F83

PIC16F83 *18SOIC PIC16F84 PIC16F84 *18SOIC PIC16F84A
PIC16F84A *18S0OIC PIC16F87 PIC16F87 *18SOIC PIC16F870

PIC16F870 *28SOIC PIC16F870 *28SSOP PIC16F871 PIC16F872

PIC16F872 *28S0IC PIC16F872 *28SSOP PIC16F873 PIC16F873 *28SOIC
PIC16F873A PIC16F873A *28S0OIC PIC16F873A *28SSOP PIC16F874
PIC16F874A PIC16F876 PIC16F876 *28SOIC PIC16F876A
PIC16F876A *28S0OIC PIC16F876A *28SSOP PIC16F877 PIC16F877A
PIC16F88 PIC16F88 *18SOIC PIC16F883 PIC16F883 *28S0OIC
PIC16F884 PIC16F886 PIC16F886 *28SOIC PIC16F887
PIC16HV616 PIC16LC554 PIC16LC554 *18SOIC PIC16LC558
PIC16LC558 *18SOIC PIC16LC620 PIC16LC620 *18SOIC PIC16LC620A
PIC16LC620A *18SOIC PIC16LC621 PIC16LC621 *18SOIC PIC16LC621A
PIC16LC621A *18SOIC PIC16LC622 PIC16LC622 *18SOIC PIC16LC622A
PIC16LC622A *18SOIC PIC16LC62A PIC16LC62A *28SOIC PIC16LC62A *28SSOP
PIC16LC62B PIC16LC62B *28SOIC PIC16LC62B *28SSOP PIC16LC63
PIC16LC63 *28SOIC PIC16LC63A PIC16LC63A *28SOIC PIC16LC63A *28SSOP
PIC16LC64A PIC16LC65A PIC16LC65B PIC16LC66
PIC16LC66 *28SOIC PIC16LC67 PIC16LC71 PIC16LC71 *18SOIC
PIC16LC710 PIC16LC710 *18SOIC PIC16LC711 PIC16LC711 *18SOIC
PIC16LC712 PIC16LC712 *18SOIC PIC16LC716 PIC16LC716 *18SOIC
PIC16LC717 PIC16LC717 *18SOIC PIC16LC72 PIC16LC72 *28SOIC
PIC16LC72 *28SSOP PIC16LC72A PIC16LC72A *28SOIC PIC16LC72A *28SSOP
PIC16LC73 *28SOIC PIC16LC73A PIC16LC73A *28S0IC PIC16LC73B
PIC16LC73B *28S0IC PIC16LC73B *28SSOP PIC16LC745 PIC16LC745 *28S0OIC
PIC16LC74A PIC16LC74B PIC16LC76 PIC16LC76 *28SOIC
PIC16LC765 PIC16LC77 PIC16LC773 PIC16LC773 *28SOIC
PIC16LC773 *28SSOP PIC16LC774 PIC16LCEG623 PIC16LCE623 *18SOIC

PIC16LCE623 *20SSOP

PIC16LCE624

PIC16LCE624 *18SOIC

PIC16LCE625




PIC16LCEG25 *18SOIC

PIC16LCR620A

PIC16LCR83

PIC16LCR83 *18SOIC

PIC16LCR84 PIC16LCR84 *18S0IC PIC16LF54 PIC16LF54 *18SOIC
PIC16LF627 PIC16LF627 *18SOIC PIC16LF627A PIC16LF627A *18SOIC
PIC16LF628 PIC16LF628 *18SOIC PIC16LF628A PIC16LF628A *18SOIC
PIC16LF648A PIC16LF648A *18SOIC PIC16LF716 PIC16LF716 *18SOIC
PIC16LF72 PIC16LF72 *28SOIC PIC16LF72 *28SSOP PIC16LF73

PIC16LF73 *28S0OIC PIC16LF73 *28SSOP PIC16LF737 PIC16LF737 *28S0OIC
PIC16LF737 *28SSOP PIC16LF74 PIC16LF747 PIC16LF76

PIC16LF76 *28SOIC PIC16LF76 *28SSOP PIC16LF767 PIC16LF767 *28SOIC
PIC16LF767 *28SSOP PIC16LF77 PIC16LF777 PIC16LF818
PIC16LF818 *18SOIC PIC16LF819 PIC16LF819 *18SOIC PIC16LF83 *18SOIC
PIC16LF84 *18SOIC PIC16LF84A PIC16LF84A *18S0OIC PIC16LF87

PIC16LF87 *18SOIC PIC16LF870 PIC16LF870 *28SOIC PIC16LF870 *28SSOP
PIC16LF871 PIC16LF872 PIC16LF872 *28S0IC PIC16LF872 *28SSOP
PIC16LF873 PIC16LF873 *28S0OIC PIC16LF873A PIC16LF873A *28S0OIC
PIC16LF873A *28SSOP PIC16LF874 PIC16LF874A PIC16LF876 *28SOIC

PIC16LF876A

PIC16LF876A *28S0OIC

PIC16LF876A *28SSOP

PIC16LF877A

PIC16LF88 PIC16LF88 *18501C
E(E)PROM
27256]27C128 27C128A 27C256

27C32 27C512 27C512A 27C64

27C64A 27HC256 27HC256L 27HC64

27HCBAL 27L V256 27LV64 2804

2816 2817|28C04A 28C04AF

28C16A 28C16A *28VS 28C16AF 28C16AF *28VS
28C17A 28C17A *28VS 28C17AF 28C17AF *28VS
28C64A 28C64AF 28LV64A 28PC64
SST39LF010 *32PL SST39LF010 *32TS SST39LF020 *32PL SST39LF020 *32TS
SST39LF040 *32PL SST39LF040 *32TS SST39LF512 *32PL SST39LF512 *32TS
SST39SFO10A SST39SFO10A *32PL SST39SFO10A *32TS SST39SF020A
SST39SF020A *32PL SST39SF020A *32TS SST39SF040 SST39SF040 *32PL
SST39SF040 *32TS SST39VF010 SST39VF010 *32PL SST39VF010 *32TS
SST39VF020 SST39VF020 *32PL SST39VF020 *32TS SST39VF040
SST39VF040 *32PL SST39VF040 *32TS SST39VF512 SST39VF512 *32PL
SST39VF512 *32TS

MITSUBISHI

SPROM E(E)PROM

SPROM
[M6M80011AP [M6M80011P [M6M80021P [M6M80041P
E(E)PROM

M5L27128K M5L27256K M5L2732A M5L27512
M5L27512K M5L2764K M5M27101JK M5M27101JK *32PL
M5M27101K M5M27101K *32PL M5M27101P M5M27101P *32PL
M5M27128P M5M27201K M5M27256 M5M27256K
M5M27256P M5M27512P M5M2764P M5M27C100K
M5M27C100P M5M27C101K M5M27C102K M5M27C102P
M5M27C201K *32PL M5M27C202K M5M27C256 M5M27C256A
M5M27C256AK M5M27C256K M5M_27C256P M5M27C401K
M5M27C401K *32PL M5M27C401L M5M27C402K M5M27C512A
M5M27C512AK M5M27C512AP M5M27C512K M5M28C64AFP *2850IC
M5M28C64AP M5M28C64AVP *28TS M5M28F101A M5M28F101A *32PL
M5M28F101A *32SOP

MEGAWIN

MPU

MPU

[MPC89ES52

MAGNACHIP

MPU

MPU




GMS97C51 GMS97C51H GMS97C52 GMS97C52H

GMS97C54 GMS97C54H GMS97C56 GMS97C56H

GMS97C58 GMS97C58H GMS97L51 GMS97L52

GMS97L54 GMS97L56 GMS97L58

MACRONIX

SPROM MPU E(E)PROM

SPROM

KH25L1005AMC *8S0O KH25L1005AMC-15G *8SO KH25L512AMC *8SO KH25L512AMC-15G *8SO
KH25L8036DM2C *8SOP MX25L1005MC *8SO MX25L1005MC *8SON MX25L1005ZUI1-12G *8QFN
MX25L1605AM2C *8SOP MX25L1605AZMC *8WSON MX25L1605DM1Z *8SO MX25L1605DPI
MX25L1605DPI-12G MX25L1605MC *8SON MX25L1605MC *8SOP MX25L1605ZMC *8WSON
MX25L1606EM1I *8SO MX25L1606EM2I *8SOP MX25L1608DP MX25L1608DZM2 *8SOP
MX25L1608DZN *8SON MX25L1608DZU *8DFN MX25L1608EM1I *8SOP MX25L1633EM2 *8SOP
MX25L1633EZN *8SON MX25L1635EM2 *8SOP MX25L1636EM2 *8SOP MX25L1655DM2I *8SOP
MX25L2005CMI *8SO MX25L2005MC *8SO MX25L2005MC *8SON MX25L2005ZN *8SON
MX25L2006EM1 *8SO MX25L2006EZN *8SON MX25L2006EZU *8USON MX25L2025CM21 *8SO
MX25L2025MC-12G *8SO MX25L2025MC-15G *8SO MX25L2025ZMC *8SON MX25L2025ZMC-12G *8SON
MX25L2025ZMC-15G *8SON MX25L2026CMI *8SO MX25L2026EM1 *8SO MX25L2026MI *8SO
MX25L2026MI1-12G *8SO MX25L3205AMC *8SOP MX25L3205AZMC *8SON MX25L3205AZMC-20G *8SON
MX25L3205AZMI *8SON MX25L3205AZMI-20G *8SON MX25L3205MC *8SON MX25L3205MC *8SOP
MX25L3208DM2 *8SOP MX25L.3208DP MX25L3208DZN *8SON MX25L3208EM1I *8SOP
MX25L4005A-2U *8DFN MX25L4005AM2C *8SOP MX25L4005AMC *8SO MX25L4005APC
MX25L4005AZN *8SON MX25L.4005C-2U832 *8SON MX25L4005CM2C *8SOP MX25L4005CM2] *8SOP
MX25L4005CMC *8SO MX25L4005CPC MX25L4005CZMC *8SOP MX25L4005M2C *8SOP
MX25L4005MC *8SO MX25L4005MC *8SON MX25L4005ZMC *8SOP MX25L4006EM1-12G *8SO

MX25L4006EM11-12G *8SO

MX25L4006EM2-12G *8SOP

MX25L4006EM2I1-12G *8SOP

MX25L4006EP-12G

MX25L4006EPI-12G

MX25L4006EPI-12G *8SO

MX25L4006EZN-12G *8SON

MX25L4006EZU *8DFN

MX25L4006ZN1-12G *8SON MX25L512AMC *8SO MX25L512AMC-12G *8SO MX25L512CMI *8SO
MX25L512CMI-12G *8SO MX25L512COIG *8TSSOP MX25L512MC *8SO MX25L512MC *8SON
MX25L8005M2C *8SOP MX25L8005MC MX25L8005MC *8SO MX25L8005MC *8SON
MX25L8005PC MX25L8005Z *8SON MX25L8005ZMC *8SOP MX25L8006EM1I *8SOP
MX25L8006EM21 *8SOP MX25L8006EPI MX25L8025M2C-15G *8SOP MX25L8025M2I *8SOP
MX25L8025M21-15G *8SOP MX25L8025ZMC *8SON MX25L8025ZMC-15G *8SON MX25L8025ZMI *8SON

MX25L8025ZMI-15G *8SON

MX25L8035EM2I *8SOP

MX25L.8036DM2C *8SOP

MX25L8036EM2I *8SOP

MX25U1635EM11-10G *8SO

MX25U1635EM2I-10G *8SOP

MX25U1635EZNI-10G *8WSON

MX25U1635EZUI-10G *8USON

MX25U1635FM21-10G *8SOP

MX25U1635FZNI-10G *8WSON

MX25U3235EM1I1-10G *8SOP

MX25U3235EM2I-10G *8SOP

MX25U3235EZNI-10G *8WSON

MX25U3235EZUI1-10G *8USON

MX25U8033EM11-10G *8SO

MX25U8033EZNI-10G *8WSON

MX25U8033EZUI-10G *8USON

MX25U8035EM1I-10G *8SO

MX25U8035EM2I1-10G *8SOP

MX25U8035EZNI-10G *8WSON

MX25U8035EZUI1-10G *8USON

MX25U8035M11 *8SO

MX25U8035M21 *8SO

MX25U8035ZNI *8SON

MX25U8035ZUl *8DFN MX25V2006EM1 *8SO MX25V2006EZN *8SON MX25V4005MI *8SOP
MX25V4035MI *8SO MX25V5121EM *8SOP MX25V5121EO *8SSOP MX25V512CO *8SSOP
MX25V512CZU *8DFN MX25V512EO *8SSOP MX25V512EZU *8DFN MX25V512ZU *8DFN

MX25V8005MI *8SOP MX25V8005MZ *8SO MX25V8005ZN *8SON MX25V8006EMI *8SO

MX25V8006EZN *8SON

MX25V8035MI *8SO

MX25V8035MI *8SOP

MX25V8035ZN *8SON

MPU

[MX10FMAXDQC *44PLCC

E(E)PROM

KH29LV004CB *32PL KH29LVO004CT *32PL KH29LV040C KH29LV040C *32PL
MX26C1000A MX26C1000A *32SOP MX26C1000A *PL32 MX26C1000B
MX26C1000B *32PL MX26C1000B *32SOP MX26C2000B MX26C2000B *32PL
MX26C2000B *32SOP MX26C4000B *32SOP MX26C512A MX26L\V004B *32PL
MX26LV004T *32PL MX26L\V040 MX26LV040 *32PL MX27C1000
MX27C1000 *32PL MX27C1000 *32SOP MX27C1000A MX27C1000A *32PL
MX27C1000A *32SOP MX27C1001 MX27C1001 *32PL MX27C1001 *32SOP
MX27C1024 MX27C1024A MX27C1024B MX27C1100
MX27C2000 MX27C2000 *32PL MX27C2000 *32SOP MX27C2000A
MX27C2000A *32PL MX27C2000A *32SOP MX27C2000A(newID) MX27C2000A(newID) *32PL
MX27C2000A(newID) *32SOP MX27C2048 MX27C2100 MX27C256
MX27C4000 MX27C4000 *32PL MX27C4000 *32SOP MX27C4000A
MX27C4000A *32PL MX27C4000A *32S0P MX27C4096 *40SOP MX27C4100
MX27C4111 MX27C4111 *40SOP MX27C512 MX27C64
MX27C8000 MX27C8000 *32PL MX27C8000 *32SOP MX27C8000A
MX27C8000A *32PL MX27C8000A *32SOP MX27L1000 MX27L1000 *32PL
MX27L1000 *32SOP MX27L.2000 MX27L.2000 *32PL MX27L.2000 *32SOP
MX27L256 MX27L256 *28TS MX27L4000 MX27L4000 *32PL
MX27L4000 *32SOP MX27L512 MX27L512 *28TS MX28F1000
MX28F1000 *32PL MX28F1000PP MX28FL1000PQ *32PL MX28F2000PP




MX28F2000PQ *32PL MX28F2000TP MX28F2000TQ *32PL MX29F001BP
MX29F001BQ *32PL MX29F001TP MX29F001TQ *32PL MX29F002BP
MX29F002BQ *32PL MX29F002NBP MX29F002NBQ *32PL MX29F002NTP
MX29F002NTQ *32PL MX29F002TP MX29F002TQ *32PL MX29F004BP
MX29F004BQ *32PL MX29F004CBP MX29F004CBQ *32PL MX29F004CTP
MX29F004CTQ *32PL MX29F004TP MX29F004TQ *32PL MX29F022BP
MX29F022BQ *32PL MX29F022NBP MX29F022NBQ *32PL MX29F022NTP
MX29F022NTQ *32PL MX29F022TP MX29F022TQ *32PL MX29F040
MX29F040 *32PL MX29F040C MX29F040C *32PL MX29LVV002CB *32PL
MX29LV002CT *32PL MX29LV002NCB *32PL MX29LVO02NCT *32PL MX29LV004B *32PL
MX29LV004CB *32PL MX29LV004CT *32PL MX29LV004T *32PL MX29L V040 *32PL
MX29LV040B *32PL MX29LV040C *32PL MX29LV040WC MX29LV040WC *32PL
MATSUSHITA
E(E)PROM
E(E)PROM

| 27128 2764
MAXCOM
SPROM
SPROM
MAX24A08 MAX24A08 *850 MAX24A08 *8SSOP [MAX24A16
MAX24A16 *8S0 MAX24A16 *8SSOP
MAXIM
MPU E(E)PROM
MPU

[Ds87c520 |
E(E)PROM

[Ds1243 [Ds1249AB
MYSON
SPROM
SPROM
24L.C08 241.C08 *850 241.C08 *8SSOP MTV24C08
MTV24C08 *850 MTV24C08 *85SOP MTV24C16 MTV24C16 *8S0
MTV24C16 *85SOP MTV24LC16 MTV24LC16 *850 MTV24LC16 *8SSOP
MY-MS
SPROM E(E)PROM
SPROM
MM24C01-3 MM24C01-3 *850 MM24C02-3 MM24C02-3 *850
MM24C04-3 MM24C04-3 *8S0 MM24C08-2 MM24C08-2 *8S0
MM24C08-3 MM24C08-3 *850 MM24C16-2 MM24C16-2 *850
MM24C16-3 MM24C16-3 *8S0 MM24C32-2 MM24C32-2 *850
MM24C32-3 MM24C32-3 *850 MM24C64-2 MM24C64-2 *850
MM24C64-3 MM24C64-3 *8S0 MM25C32-2 MM25C32-2 *8S0
MM25C32-3 MM25C32-3 *850 MM25C64-2 MM25C64-2 *850
MM25C64-3 MM25C64-3 *8S0 MM93C46-3G *8S0 MM93C46-3GR *8S0
MM93C46-3P MM93C56-3G *850 MM93C56-3GR *8S0 MM93C56-3P
MM93C66-3G *8S0 MM93C66-3GR *8S0 MM93C66-3P

E(E)PROM

[MMm27C010

[MM27C010 *32PL




MSHINE

SPROM
SPROM

MS25X10 MS25X10 *8S0 MS25X10 *8SSOP MS25X20

MS25X20 *850 MS25X20 *8SSOP MS25X40 MS25X512

MS25X512 *8SO MS25X512 *8SSOP MS25X80 MS25X80 *8SOP
Maxwell

E(E)PROM

E(E)PROM

27C010T 27C512T 28C010T 28C011T

28C256T 28L\V010T 28LV011T 28LV256T

NIK Microelectr.

SPROM

SPROM

[24LC02 [24LC02 *850

NEC

E(E)PROM

E(E)PROM

uPD271000 uPD271000 *32PL uPD271001 uPD271001A

uPD27128 uPD27128C uPD27128D uPD27256

uPD27256A uPD27256AC uPD27256AD uPD27256C

uPD27256D uPD2732A uPD27512 uPD27512ACT
uPD27512AD uPD2764 uPD2764C uPD2764D

uPD27C1000 uPD27C1000 *32PL uPD27C1000A uPD27C1000A *32PL
uPD27C1001 uPD27C1001 *32PL Upd27¢1001A uPD27C1001A *32PL
uPD27C1001D uPD27C1001D *32PL uPD27C1024 uPD27C1024A
uPD27C2001 uPD27C2001 *32PL uPD27C2001D uPD27C2001D *32PL
uPD27C210 uPD27C256A uPD27C256AD uPD27C256C
uPD27C256D uPD27C400 uPD27C4001 uPD27C4001 *32PL
uPD27C4096 uPD27C512 uPD27C64 uPD27C64C
uPD27C64D uPD27C8001 uPD27C8001 *32PL uPD28C04C
uPD28C04G *24S0I1C uPD28C05C uPD28C05G *24S01C uPD28C256

uPD28C64

NEXFLASH

SPROM

SPROM

NX25B40 *8SO NX25B40A *8S0 NX25B40VN *8SO NX25B40VP *8MLP
NX25P10 *8SO NX25P10V *8S0 NX25P10VN *8S0 NX25P10VP *8MLP
NX25P16 *8SOP NX25P16V *8SOP NX25P16VE *8MLP NX25P16VP *8MLP
NX25P16VS *8SOP NX25P20 *8S0 NX25P20V *8S0 NX25P20VN *8S0
NX25P20VP *8MLP NX25P32 *8SOP NX25P32V *8SOP NX25P32VE *8MLP
NX25P32VP *8MLP NX25P32VS *8SOP NX25P40 *8S0 NX25P40V *8S0
NX25P40VN *8S0 NX25P40VP *8MLP NX25P80 *8SOP NX25P80V *8SOP
NX25P80VE *8MLP NX25P80VP *8MLP NX25P80VS *8SOP NX25Q16V *8SON
NX25Q16V *8SOP NX25Q32BVAAG NX25Q32BVAAP NX25Q32BVAG *8SON
NX25Q32BVAG *8WSON NX25Q32BVAIG NX25Q32BVAIP NX25Q32BVAP *8SON
NX25Q32BVAP *8WSON NX25Q32BVDAAG NX25Q32BVDAAP NX25Q32BVDAIG
NX25Q32BVDAIP NX25Q32BVIG *8SON NX25Q32BVIG *8WSON NX25Q32BVIP *8SON
NX25Q32BVIP *8WSON NX25Q32BVSAG *8SOP NX25Q32BVSAP *8S0P NX25Q32BVSIG *8SOP
NX25Q32BVSIP *8SOP NX25Q32BVSSAG *8SOP NX25Q32BVSSAP *8SOP NX25Q32BVSSIG *8SOP
NX25Q32BVSSIP *8SOP NX25Q32BVZEAG *8WSON NX25Q32BVZEAP *8WSON NX25Q32BVZEIG *8WSON
NX25Q32BVZEIP *8WSON NX25Q32BVZPAG *8SON NX25Q32BVZPAP *8SON NX25Q32BVZPIG *8SON
NX25Q32BVZPIP *8SON NX25Q32V *8SOP NX25Q80V *8SON NX25Q80V *8SOP
NX25X10AVAIZ NX25X10AVDAIZ NX25X10AVIG *8SON NX25X10AVNIG *8SO
NX25X10AVSIG *8S0 NX25X10AVSNIG *8SO NX25X10AVSSIG *8S0 NX25X10AVZPIG *8SON
NX25X10BVAIG NX25X10BVAIZ NX25X10BVDAIG NX25X10BVDAIZ
NX25X10BVIG *8SON NX25X10BVNIG *8SO NX25X10BVNIG *8SOP NX25X10BVSIG *850
NX25X10BVSIG *8SOP NX25X10BVSNIG *8S0 NX25X10BVSNIG *8SOP NX25X10BVSSIG *8S0
NX25X10BVSSIG *8SOP NX25X10BVZPIG *8SON NX25X10L NX25X10L *8S0
NX25X10L *8SON NX25X10V NX25X10V *8SO NX25X10V *8SON
NX25X16ALDA NX25X16ALSN *8S0 NX25X16ALSS *8SOP NX25X16ALZP *8SON
NX25X16AVDA NX25X16AVSN *8S0 NX25X16AVSS *8SOP NX25X16AVZP *8SON




NX25X16V NX25X16V *8SON NX25X16V *8SOP NX25X16VDA
NX25X16VSS *8SOP NX25X16VZP *8SON NX25X20AV *8SON NX25X20AVA
NX25X20AVDA NX25X20AVN *8SO NX25X20AVS *8SOP NX25X20AVSN *8SO
NX25X20AVSS *8SOP NX25X20AVZP *8SON NX25X20BVA NX25X20BVDA
NX25X20BVIG *8SON NX25X20BVN *8SO NX25X20BVS *8SOP NX25X20BVSN *8SOP
NX25X20BVSS *8SOP NX25X20BVZPIG *8SON NX25X20L NX25X20L *8SO
NX25X20L *8SON NX25X20V NX25X20V *8SO NX25X20V *8SON
NX25X32V *8SON NX25X32V *8SOP NX25X32VDA NX25X32VSS *8SOP
NX25X32VZE *8DFN NX25X40AV *8SON NX25X40AVA NX25X40AVDA
NX25X40AVN *8S0O NX25X40AVS *8SOP NX25X40AVSN *8SO NX25X40AVSS *8SOP
NX25X40AVZP *8SON NX25X40BVA NX25X40BVDA NX25X40BVIG *8SON
NX25X40BVN *8SOP NX25X40BVSIG *8SOP NX25X40BVSN *8SOP NX25X40BVSSIG *8SOP
NX25X40BVZPIG *8SON NX25X40L NX25X40L *8SO NX25X40L *8SON
NX25X40L *8SOP NX25X40V NX25X40V *8SO NX25X40V *8SON
NX25X40V *8SOP NX25X80AV *8SON NX25X80AVA NX25X80AVDA
NX25X80AVN *8S0O NX25X80AVS *8SOP NX25X80AVSN *8SO NX25X80AVSS *8SOP
NX25X80AVZP *8SON NX25X80BVA NX25X80BVDA NX25X80BVIG *8SON
NX25X80BVN *8SO NX25X80BVN *8SOP NX25X80BVSIG *8SOP NX25X80BVSN *8S0O
NX25X80BVSN *8SOP NX25X80BVSSIG *8SOP NX25X80BVZPIG *8SON NX25X80L

NX25X80L *8SON NX25X80L *8SOP NX25X80V NX25X80V *8SON
NX25X80V *8SOP

NXP

SPROM MPU

SPROM

PCA8581CP PCAB8581CT *8S0O PCA8581P PCAB8581T *8SO
PCAB8582F PCAB8582F *8SO PCD8582D PCD8582D *8SO
PCF85102C PCF85102C *8SO PCF85116 PCF85116 *8SO
PCF8570P PCF8570T *8SO PCF8582C PCF8582C *8SO
PCF8582E PCF8582E *8S0O PCF8594C PCF8594C *8S0O
PCF8598C PCF8598C *8SOIC

MPU

P87C51FA-5A *44PLCC P87C51FA-5N P87C51FA-IA *44PLCC P87C51FA-IN

P87C51FA-JA *44PLCC

P87C51FA-JN

P87C51FB-5A *44PLCC

P87C51FB-5N

P87C51FB-IA *44PLCC

P87C51FB-IN

P87C51FB-JA *44PLCC

P87C51FB-JN

P87C51FC-5A *44PLCC P87C51FC-5N P87C51FC-IA *44PLCC P87C51FC-IN
P87C51FC-JA *44PLCC P87C51FC-JN P87C51RA+5A *44PLCC P87C51RA+5N
P87C51RA+IA *44PLCC P87C51RA+IN P87C51RA+JA *44PLCC P87C51RA+JIN
P87C51RA2FA *44PLCC P87C51RB+5A *44PLCC P87C51RB+5N P87C51RB+IA *44PLCC
P87C51RB+IN P87C51RB+JA *44PLCC P87C51RB+JN P87C51RB2FA *44PLCC
P87C51RB2FN P87C51RC+5A *44PLCC P87C51RC+5N P87C51RC+IA *44PLCC
P87C51RC+IN P87C51RC+JA *44PLCC P87C51RC+JN P87C51RC2FA *44PLCC
P87C51RD+5A *44PLCC P87C51RD+5N P87C51RD+IA *44PLCC P87C51RD+IN
P87C51RD+JA *44PLCC P87C51RD+JN P87C51RD2FA *44PLCC P87C51SFAA *44PLCC
P87C51SFPN P87C51UBAA *44PLCC P87C51UBPN P87C51X2FA *44PLCC
P87C51X2FN P87C52SFAA *44PLCC P87C52SFPN P87C52UBAA *44PLCC
P87C52UBPN P87C52X2FA *44PLCC P87C52X2FN P87C54SFAA *44PLCC
P87C54SFPN P87C54UBAA *44PLCC P87C54UBPN P87C54UFAA *44PLCC
P87C54UFPN P87C54X2FA *44PLCC P87C58SFAA *44PLCC P87C58SFPN
P87C58UBAA *44PLCC P87C58UBPN P87C58UFAA *44PLCC P87C58UFPN
P87C58X2FA *44PLCC P87C58X2FN P89C138 P89C138 *44PLCC
P89C238 P89C238 *44PLCC P89C51BA *44PLCC P89C51BP
P8IC51RA+IA *44PLCC P8IC51RA+IN P89C51RA2 P8IC51RA2BA *44PLCC
P89C51RB+IA *44PLCC P89C51RB+IN P89C51RB2BA *44PLCC P89C51RB2BN
P89C51RB2HBA *44PLCC P89C51RB2HBP P89C51RB2HFA *44PLCC P8IC51RC+IA *44PLCC
P89C51RC+IN P8IC51RC+JA *44PLCC P89C51RC+IN P89C51RC2BA *44PLCC
P89C51RC2BN P89C51RC2HBA *44PLCC P89C51RC2HBP P89C51RD+IA *44PLCC
P89C51RD+IN P89C51RD+JA *44PLCC P89C51RD+JIN P89C51RD2BA *44PLCC
P89C51RD2BN P89C51RD2HBA *44PLCC P89C51RD2HBP P89C51UBA *44PLCC
P89C51UBP P89C51UFP P89C51X2BA *44PLCC P89C51X2BN

P89C52BA *44PLCC P89C52BP P89C52UBA *44PLCC P89C52UBP
P89C52X2BA *44PLCC P89C52X2BN P89C52X2FA *44PLCC P89C52X2FN
P89C535NBAA *44PLCC P8IC536NBAA *44PLCC P89C538NBAA *44PLCC P8IC54BA *44PLCC
P89C54BP P89C54UBA *44PLCC P89C54UBP P89C54UFP
P89C54X2BA *44PLCC P89C54X2BN P89C58BA *44PLCC P89C58BP

P89C58UBA *44PLCC P89C58UBP P89C58UFP P89C58X2BA *44PLCC
P89C58X2BN P89C58X2FN P89C60X2BA *44PLCC P89C60X2BN
P89C61X2BA *44PLCC P89C61X2BN P89C660HBA *44PLCC P89C660HFA *44PLCC
P89C662HBA *44PLCC P89C662HFA *44PLCC P89C664HBA *44PLCC P89C664HFA *44PLCC
P89C668HBA *44PLCC P89C668HFA *44PLCC P89C738ABA *44PLCC P8ILV51RB2BA *44PLCC
P8ILV51RC2BN P8ILV51RC2FA *44PLCC P8ILV51RD2 P8ILV51RD2 *44PLCC




P8ILV51RD2BA *44PLCC P89LV51RD2BN P8ILV51RD2FA *44PLCC P89V51RB2FA *44PLCC
P89V51RC2BN P89V51RC2FA *44PLCC P89V51RC2FN P89V51RD2

P89V51RD2 *44PLCC P89V51RD2BN P89V51RD2FA *44PLCC P89V51RD2FN

NS

SPROM PLD E(E)PROM

SPROM

25C040 25C160 59C11 NM24C02

NM24C02 *850 NM24C02 *8SSOP NM24C02L NM24C02L *850
NM24C02L *8SSOP NM24C02UEMS *8SO NM24C02UEMTS *8SSOP NM24C02UEN
NM24C02UFEMS *850 NM24C02UFEMT8 *85SOP NM24C02UFEN NM24C02UFLEMS *850
NM24C02UFLEMTS *8SSOP NM24C02UFLEN NM24C02UFLMS8 *8SO NM24C02UFLMT8 *8SSOP
NM24C02UFLN NM24C02UFLVMS8 *8S0 NM24C02UFLVMT8 *85SOP NM24C02UFLVN
NM24C02UFLZEMS *8SO NM24C02UFLZEMT8 *8SSOP NM24C02UFLZEN NM24C02UFLZM8 *8SO
NM24C02UFLZMT8 *8SSOP NM24C02UFLZN NM24C02UFLZVMB8 *8S0 NM24C02UFLZVMT8 *85SOP
NM24C02UFLZVN NM24C02UFM8 *8SO NM24C02UFMT8 *8SSOP NM24C02UFN
NM24C02UFVMS8 *850 NM24C02UFVMTS8 *8SSOP NM24C02UFVN NM24C02UFZM8 *8S0
NM24C02UFZMT8 *8SSOP NM24C02UFZN NM24C02UFZVM8 *8SO NM24C02UFZVMTB8 *8SSOP
NM24C02UFZVN NM24C02ULEMS *8SO NM24C02ULEMT8 *8SSOP NM24C02ULEN
NM24C02ULMS8 *850 NM24C02ULMT8 *8SSOP NM24C02ULN NM24C02ULVMS *8S0
NM24C02ULVMT8 *8SSOP NM24C02ULVN NM24C02ULZEMS *8S0 NM24C02ULZEMT8 *8SSOP
NM24C02ULZEN NM24C02ULZM8 *8SO NM24C02ULZMT8 *8SSOP NM24C02ULZN
NM24C02ULZVM8 *8S0 NM24C02ULZVMT8 *8SSOP NM24C02ULZVN NM24C02UM8 *8S0
NM24C02UMT8 *8SSOP NM24C02UN NM24C02UVM8 *8SO NM24C02UVMT8 *8SSOP
NM24C02UVN NM24C03 NM24C03 *850 NM24C03 *85SOP
NM24C03UEMS *850 NM24CO3UEMTS *8SSOP NM24C03UEN NM24C03UFEMS8 *8SO
NM24C03UFEMT8 *8SSOP NM24C03UFEN NM24C03UFLEMS *850 NM24C03UFLEMT8 *85SOP
NM24C03UFLEN NM24C03UFLMS8 *8SO NM24C03UFLMT8 *8SSOP NM24C03UFLN
NM24C03UFLVMS8 *850 NM24C03UFLVMTS8 *85SOP NM24C03UFLVN NM24C03UFLZEMS *850
NM24C03UFLZEMTS *8SSOP NM24C03UFLZEN NM24C03UFLZMS8 *8SO NM24C03UFLZMT8 *8SSOP
NM24C03UFLZN NM24C03UFLZVMS8 *850 NM24C03UFLZVMT8 *8SSOP NM24C03UFLZVN
NM24C03UFMS8 *8SO NM24C03UFMTB8 *8SSOP NM24C03UFN NM24C03UFVM8 *8SO
NM24C03UFVMT8 *85SOP NM24C03UFVN NM24C03ULEMS *8S0 NM24C03ULEMT8 *8SSOP
NM24C03ULEN NM24C03ULMS8 *8SO NM24C03ULMTS *8SSOP NM24CO3ULN
NM24C03ULVM8 *8S0 NM24C03ULVMT8 *8SSOP NM24C03ULVN NM24C03ULZEMS *8S0
NM24C03ULZEMTS *8SSOP NM24C03ULZEN NM24C03ULZMS8 *850 NM24C03ULZMT8 *8SSOP
NM24C03ULZN NM24C03ULZVM8 *8S0 NM24C03ULZVMT8 *8SSOP NM24C03ULZVN
NM24C03UM8 *8SO NM24C03UMT8 *8SSOP NM24C03UN NM24C03UVM8 *850
NM24C03UVMT8 *8SSOP NM24C03UVN NM24C04 NM24C04 *885SOP
NM24C04 *8SO NM24C04L NM24C04L *8SO NM24C04L *8SSOP
NM24C04UEMS *8S0 NM24C04UEMT8 *8SSOP NM24C04UEN NM24C04UFEMS *8S0
NM24C04UFEMT8 *8SSOP NM24C04UFEN NM24C04UFLEMS *8SO NM24C04UFLEMTS8 *8SSOP
NM24CO4UFLEN NM24C04UFLMS8 *8S0 NM24C04UFLMT8 *8SSOP NM24C04UFLN
NM24C04UFLVMS8 *8SO NM24C04UFLVMTB8 *8SSOP NM24CO04UFLVN NM24C04UFLZEMS *8SO
NM24C04UFLZEMT8 *8SSOP NM24C04UFLZEN NM24C04UFLZMS8 *850 NM24C04UFLZMT8 *85SOP
NM24C04UFLZN NM24C04UFLZVMS8 *8SO NM24C04UFLZVMT8 *8SSOP NM24C04UFLZVN
NM24C04UFMS8 *850 NM24C04UFMT8 *85SOP NM24C04UFN NM24C04UFVMS8 *8S0
NM24C04UFVMT8 *8SSOP NM24C04UFVN NM24C04ULEMS *850 NM24C04ULEMTS *8SSOP
NM24C04ULEN NM24C04ULM8 *8SO NM24C04ULMT8 *8SSOP NM24C04ULN
NM24C04ULVM8 *8SO NM24C04ULVMT8 *8SSOP NM24C04ULVN NM24C04ULZEMS *8SO
NM24C04ULZEMT8 *8SSOP NM24C04ULZEN NM24C04ULZM8 *8SO NM24C04ULZMT8 *8SSOP
NM24C04ULZN NM24C04ULZVM8 *8SO NM24C04ULZVMT8S *8SSOP NM24C04ULZVN
NM24C04UM8 *8S0 NM24C04UMT8 *8SSOP NM24C04UN NM24C04UVM8 *8S0
NM24C04UVMT8 *8SSOP NM24C04UVN NM24C05 NM24C05 *8SO

NM24C05 *85SOP NM24C05UEMS *8S0 NM24C05UEMT8 *8SSOP NM24CO5UEN
NM24C0O5UFEMS *8SO NM24CO5UFEMT8 *8SSOP NM24CO5UFEN NM24CO5UFLEMS8 *8SO
NM24C05UFLEMT8 *8SSOP NM24C05UFLEN NM24C05UFLMS8 *850 NM24C05UFLMT8 *85SOP
NM24CO5UFLN NM24CO5UFLVMS8 *8SO NM24CO5UFLVMT8 *8SSOP NM24CO05UFLVN
NM24C05UFLZEMS *850 NM24C05UFLZEMT8 *85SOP NM24CO5UFLZEN NM24C05UFLZMS8 *850
NM24CO5UFLZMT8 *8SSOP NM24CO5UFLZN NM24C05UFLZVMS *8SO NM24C05UFLZVMTS8 *8SSOP
NM24CO5UFLZVN NM24C05UFMS8 *8S0 NM24C05UFMT8 *85SOP NM24C05UFN
NM24C05UFVMS8 *8SO NM24C05UFVMTB8 *8SSOP NM24CO5UFVN NM24C05ULEMS *8SO
NM24C05ULEMT8 *8SSOP NM24CO5ULEN NM24C05ULM8 *8S0 NM24C05ULMT8 *8SSOP
NM24C05ULN NM24C05ULVMS *8S0 NM24C05ULVMTS *8SSOP NM24CO5ULVN
NM24C05ULZEMS *8SO NM24C05ULZEMT8 *8SSOP NM24C05ULZEN NM24C05ULZM8 *8S0
NM24C05ULZMT8 *8SSOP NM24C05ULZN NM24C05ULZVM8 *8SO NM24C05ULZVMT8 *8SSOP
NM24C05ULZVN NM24C05UM8 *8SO NM24C05UMT8 *8SSOP NM24C05UN
NM24C05UVM8 *8SO NM24C05UVMTS *8SSOP NM24C05UVN NM24C05UZM8 *8SO
NM24C05UZMT8 *8SSOP NM24C05UZN NM24C05UZVM8 *8S0 NM24C05UZVMT8 *8SSOP
NM24C05UZVN NM24C08 NM24C08 *8SO NM24C08UFLEMS8 *8SO
NM24C08UFLEMT8 *850 NM24C08UFLEN NM24C08UFLMS8 *850 NM24C08UFLMT8 *850
NM24CO8UFLN NM24C08UFLVMS8 *8SO NM24C08UFLVMTS *8SO NM24C08UFLVN
NM24C08UFLZEMS *850 NM24C08UFLZEMT8 *850 NM24C08UFLZEN NM24C08UFLZMS8 *850
NM24C08UFLZMT8 *8SO NM24C08UFLZN NM24C08UFLZVMS *8SO NM24C08UFLZVMTS8 *8SO
NM24C08UFLZVN NM24C08ULEMS *8SO NM24C08ULEMT8 *8SO NM24C08ULEN




NM24C08ULM8 *8SO NM24C08ULMT8 *8SO NM24C08ULN NM24C08ULVM8 *8SO
NM24C08ULVMT8 *8SO NM24C08ULVN NM24C08ULZEMS8 *8SO NM24C08ULZEMTS *8SO
NM24C08ULZEN NM24C08ULZM8 *8SO NM24C08ULZMT8 *8SO NM24C08ULZN
NM24C08ULZVM8 *8SO NM24C08ULZVMT8 *8SO NM24C08ULZVN NM24C09

NM24C09 *8SO NM24C09UFLEMS8 *8SO NM24C09UFLEMTS8 *8SO NM24C09UFLEN
NM24C09UFLM8 *8SO NM24C09UFLMT8 *8SO NM24C09UFLN NM24C09UFLVM8 *8SO
NM24C09UFLVMT8 *8SO NM24C09UFLVN NM24C09UFLZEMS8 *8SO NM24C09UFLZEMTS8 *8SO
NM24C09UFLZEN NM24C09UFLZM8 *8SO NM24C09UFLZMT8 *8SO NM24C09UFLZN
NM24C09UFLZVM8 *8SO NM24C09UFLZVMT8 *8S0O NM24C09UFLZVN NM24C09ULEMS *8SO
NM24C09ULEMT8 *8SO NM24C09ULEN NM24C09ULM8 *8SO NM24C09ULMT8 *8SO
NM24C09ULN NM24C09ULVM8 *8SO NM24C09ULVMT8 *8SO NM24C09ULVN
NM24C09ULZEM8 *8SO NM24C09ULZEMTS *8SO NM24C09ULZEN NM24C09ULZM8 *8SO
NM24C09ULZMT8 *8SO NM24C09ULZN NM24C09ULZVM8 *8SO NM24C09ULZVMT8 *8SO
NM24C09ULZVN NM24C16 NM24C16 *8SO NM24C16UFLEMS8 *8SO
NM24C16UFLEMTS8 *8TSSOP NM24C16UFLEN NM24C16UFLM8 *8SO NM24C16UFLMT8 *8TSSOP
NM24C16UFLN NM24C16UFLVM8 *8SO NM24C16UFLVMT8 *8TSSOP NM24C16UFLVN
NM24C16UFLZEMS *8SO NM24C16UFLZEMTS8 *8TSSOP NM24C16UFLZEN NM24C16UFLZM8 *8SO
NM24C16UFLZMT8 *8TSSOP NM24C16UFLZN NM24C16UFLZVM8 *8SO NM24C16UFLZVMTS8 *8TSSOP
NM24C16UFLZVN NM24C16UFTLEMS *8SO NM24C16UFTLEMTS8 *8TSSOP NM24C16UFTLEN
NM24C16UFTLM8 *8SO NM24C16UFTLMT8 *8TSSOP NM24C16UFTLN NM24C16UFTLVM8 *8SO
NM24C16UFTLVMT8 *8TSSOP NM24C16UFTLVN NM24C16UFTLZEMS *8SO NM24C16UFTLZEMTS8 *8TSSOP
NM24C16UFTLZEN NM24C16UFTLZM8 *8SO NM24C16UFTLZMT8 *8TSSOP NM24C16UFTLZN
NM24C16UFTLZVMS8 *8SO NM24C16UFTLZVMT8 *8TSSOP NM24C16UFTLZVN NM24C16ULEMS *8SO
NM24C16ULEMT8 *8TSSOP NM24C16ULEN NM24C16ULM8 *8SO NM24C16ULMT8 *8TSSOP
NM24C16ULN NM24C16ULVMS8 *8SO NM24C16ULVMTS8 *8TSSOP NM24C16ULVN
NM24C16ULZEM8 *8SO NM24C16ULZEMT8 *8TSSOP NM24C16ULZEN NM24C16ULZM8 *8SO
NM24C16ULZMT8 *8TSSOP NM24C16ULZN NM24C16ULZVM8 *8SO NM24C16ULZVMT8 *8TSSOP
NM24C16ULZVN NM24C16UTLEMS *8SO NM24C16UTLEMTS8 *8TSSOP NM24C16UTLEN
NM24C16UTLM8 *8SO NM24C16UTLMT8 *8TSSOP NM24C16UTLN NM24C16UTLVMS8 *8SO
NM24C16UTLVMT8 *8TSSOP NM24C16UTLVN NM24C16UTLZEMS8 *8SO NM24C16UTLZEMTS8 *8TSSOP
NM24C16UTLZEN NM24C16UTLZM8 *8SO NM24C16UTLZMT8 *8TSSOP NM24C16UTLZN
NM24C16UTLZVM8 *8SO NM24C16UTLZVMT8 *8TSSOP NM24C16UTLZVN NM24C17

NM24C17 *8SO NM24C17UFLEMS8 *8SO NM24C17UFLEMTS8 *8TSSOP NM24C17UFLEN
NM24C17UFLM8 *8SO NM24C17UFLMT8 *8TSSOP NM24C17UFLN NM24C17UFLVM8 *8SO
NM24C17UFLVMT8 *8TSSOP NM24C17UFLVN NM24C17UFLZEMS *8SO NM24C17UFLZEMT8 *8TSSOP
NM24C17UFLZEN NM24C17UFLZM8 *8SO NM24C17UFLZMT8 *8TSSOP NM24C17UFLZN
NM24C17UFLZVMS8 *8SO NM24C17UFLZVMT8 *8TSSOP NM24C17UFLZVN NM24C17UFTLEMS *8SO
NM24C17UFTLEMT8 *8TSSOP NM24C17UFTLEN NM24C17UFTLM8 *8SO NM24C17UFTLMTS8 *8TSSOP
NM24C17UFTLN NM24C17UFTLVM8 *8SO NM24C17UFTLVMT8 *8TSSOP NM24C17UFTLVN
NM24C17UFTLZEMS8 *8SO NM24C17UFTLZEMT8 *8TSSOP NM24C17UFTLZEN NM24C17UFTLZM8 *8SO
NM24C17UFTLZMT8 *8TSSOP NM24C17UFTLZN NM24C17UFTLZVMS8 *8SO NM24C17UFTLZVMT8 *8TSSOP
NM24C17UFTLZVN NM24C17ULEMS *8SO NM24C17ULEMTS8 *8TSSOP NM24C17ULEN
NM24C17ULM8 *8SO NM24C17ULMT8 *8TSSOP NM24C17ULN NM24C17ULVM8 *8SO
NM24C17ULVMT8 *8TSSOP NM24C17ULVN NM24C17ULZEMS8 *8SO NM24C17ULZEMT8 *8TSSOP
NM24C17ULZEN NM24C17ULZM8 *8SO NM24C17ULZMT8 *8TSSOP NM24C17ULZN
NM24C17ULZVM8 *8SO NM24C17ULZVMT8 *8TSSOP NM24C17ULZVN NM24C17UTLEMS *8SO
NM24C17UTLEMTS8 *8TSSOP NM24C17UTLEN NM24C17UTLMS8 *8SO NM24C17UTLMT8 *8TSSOP
NM24C17UTLN NM24C17UTLVMS8 *8SO NM24C17UTLVMT8 *8TSSOP NM24C17UTLVN
NM24C17UTLZEMS8 *8SO NM24C17UTLZEMTS8 *8TSSOP NM24C17UTLZEN NM24C17UTLZM8 *8SO
NM24C17UTLZMT8 *8TSSOP NM24C17UTLZN NM24C17UTLZVM8 *8SO NM24C17UTLZVMT8 *8TSSOP
NM24C17UTLZVN NM24W02 NM24W02 *8SO NM24W02 *8SSOP
NM24W02L NM24W02L *8SO NM24WO02L *8SSOP NM24W02UEM8 *8SO
NM24W02UEMTS8 *8SSOP NM24WO02UEN NM24W02UFEMS8 *8SO NM24WO02UFEMT8 *8SSOP
NM24WO02UFEN NM24WO02UFLEMS8 *8SO NM24W02UFLEMT8 *8SSOP NM24WO02UFLEN
NM24WO02UFLM8 *8SO NM24WO02UFLMT8 *8SSOP NM24WO02UFLN NM24WO02UFLVM8 *8SO
NM24W02UFLVMT8 *8SSOP NM24WO02UFLVN NM24WO02UFLZEMS8 *8SO NM24WO02UFLZEMT8 *8SSOP
NM24WO02UFLZEN NM24WO02UFLZM8 *8SO NM24WO02UFLZMT8 *8SSOP NM24WO02UFLZN
NM24W02UFLZVM8 *8SO NM24WO02UFLZVMT8 *8SSOP NM24W02UFLZVN NM24WO02UFM8 *8SO
NM24W02UFMT8 *8SSOP NM24WO02UFN NM24W02UFVM8 *8SO NM24WO02UFVMT8 *8SSOP
NM24W02UFVN NM24W02UFZM8 *8S0O NM24W02UFZMT8 *8SSOP NM24WO02UFZN
NM24W02UFZVM8 *8SO NM24W02UFZVMT8 *8SSOP NM24W02UFZVN NM24W02ULEMS8 *8SO
NM24W02ULEMT8 *8SSOP NM24WO02ULEN NM24W02ULM8 *8SO NM24W02ULMT8 *8SSOP
NM24WO02ULN NM24W02ULVM8 *8SO NM24W02ULVMT8 *8SSOP NM24W02ULVN
NM24W02ULZEMB8 *8SO NM24W02ULZEMT8 *8SSOP NM24W02ULZEN NM24W02ULZM8 *8SO
NM24W02ULZMT8 *8SSOP NM24W02ULZN NM24W02ULZVM8 *8SO NM24W02ULZVMT8 *8SSOP
NM24W02ULZVN NM24W02UM8 *8SO NM24W02UMT8 *8SSOP NM24W02UN
NM24W02UVM8 *8SO NM24W02UVMT8 *8SSOP NM24W02UVN NM24W03

NM24W03 *8SO NM24W03 *8SSOP NM24WO03UEM8 *8SO NM24WO3UEMT8 *8SSOP
NM24WO3UEN NM24WO03UFEMS *8SO NM24WO3UFEMT8 *8SSOP NM24WO3UFEN
NM24WO03UFLEMS8 *8SO NM24WO3UFLEMT8 *8SSOP NM24WO3UFLEN NM24WO3UFLM8 *8S0O
NM24WO03UFLMT8 *8SSOP NM24WO3UFLN NM24WO03UFLVM8 *8SO NM24WO3UFLVMT8 *8SSOP
NM24WO03UFLVN NM24WO03UFLZEM8 *8SO NM24WO3UFLZEMTS8 *8SSOP NM24WO3UFLZEN
NM24WO03UFLZM8 *8SO NM24WO3UFLZMT8 *8SSOP NM24WO0O3UFLZN NM24WO03UFLZVM8 *8SO
NM24WO3UFLZVMT8 *8SSOP NM24WO3UFLZVN NM24WO03UFM8 *8SO NM24WO03UFMT8 *8SSOP
NM24WO3UFN NM24WO03UFVM8 *8SO NM24WO03UFVMT8 *8SSOP NM24WO03UFVN
NM24WO03ULEMB8 *8SO NM24WO3ULEMT8 *8SSOP NM24WO3ULEN NM24W03ULM8 *8SO
NM24W03ULMT8 *8SSOP NM24WO3ULN NM24W03ULVM8 *8SO NM24WO03ULVMT8 *8SSOP
NM24WO03ULVN NM24WO03ULZEMS8 *8SO NM24W03ULZEMT8 *8SSOP NM24WO03ULZEN




NM24W03ULZM8 *8SO NM24WO03ULZMT8 *8SSOP NM24WO03ULZN NM24WO03ULZVM8 *8SO
NM24W03ULZVMT8 *8SSOP NM24WO03ULZVN NM24W03UM8 *8SO NM24W03UMT8 *8SSOP
NM24WO03UN NM24W03UVM8 *8SO NM24W03UVMT8 *8SSOP NM24WO03UVN

NM24W04 NM24W04 *88SSOP NM24W04 *8SO NM24W04L

NM24W04L *8SO NM24W04L *8SSOP NM24W04UEMS8 *8SO NM24WO04UEMT8 *8SSOP
NM24WO04UEN NM24WO04UFEMS8 *8SO NM24W04UFEMT8 *8SSOP NM24WO04UFEN
NM24WO04UFLEMS8 *8SO NM24WO04UFLEMTS8 *8SSOP NM24WO04UFLEN NM24W04UFLM8 *8SO
NM24W04UFLMT8 *8SSOP NM24WO04UFLN NM24WO04UFLVM8 *8SO NM24WO04UFLVMT8 *8SSOP
NM24WO04UFLVN NM24WO04UFLZEMS8 *8SO NM24W04UFLZEMTS8 *8SSOP NM24WO04UFLZEN
NM24WO04UFLZM8 *8SO NM24WO04UFLZMT8 *8SSOP NM24WO04UFLZN NM24WO04UFLZVM8 *8SO
NM24WO04UFLZVMT8 *8SSOP NM24WO04UFLZVN NM24W04UFM8 *8SO NM24WO04UFMT8 *8SSOP
NM24WO04UFN NM24W04UFVM8 *8SO NM24W04UFVMT8 *8SSOP NM24WO04UFVN
NM24W04ULEMS8 *8SO NM24WO04ULEMTS8 *8SSOP NM24WO04ULEN NM24W04ULM8 *8SO
NM24W04ULMT8 *8SSOP NM24WO04ULN NM24W04ULVM8 *8SO NM24W04ULVMT8 *8SSOP
NM24WO04ULVN NM24W04ULZEMS *8SO NM24W04ULZEMT8 *8SSOP NM24WO04ULZEN
NM24W04ULZM8 *8SO NM24W04ULZMT8 *8SSOP NM24W04ULZN NM24W04ULZVM8 *8SO
NM24W04ULZVMT8 *8SSOP NM24W04ULZVN NM24W04UM8 *8SO NM24W04UMT8 *8SSOP
NM24WO04UN NM24W04UVM8 *8SO NM24W04UVMT8 *8SSOP NM24W04UVN

NM24W05 NM24W05 *8SO NM24W05 *8SSOP NM24WO05UEM8 *8SO
NM24W05UEMT8 *8SSOP NM24WO5UEN NM24WO5UFEM8 *8SO NM24WO5UFEMT8 *8SSOP
NM24WO5UFEN NM24WO5UFLEMS8 *8SO NM24WO5UFLEMTS8 *8SSOP NM24WO5UFLEN
NM24WO5UFLM8 *8SO NM24WO5UFLMT8 *8SSOP NM24WO5UFLN NM24WO5UFLVM8 *8S0O
NM24WO5UFLVMTS8 *8SSOP NM24WO5UFLVN NM24WO5UFLZEMS8 *8SO NM24WO5UFLZEMTS8 *8SSOP
NM24WO5UFLZEN NM24WO05UFLZM8 *8SO NM24WO5UFLZMT8 *8SSOP NM24WO5UFLZN
NM24WO05UFLZVM8 *8SO NM24WO5UFLZVMT8 *8SSOP NM24WO5UFLZVN NM24WO05UFM8 *8SO
NM24WO5UFMT8 *8SSOP NM24WO5UFN NM24WO05UFVM8 *8SO NM24WO05UFVMT8 *8SSOP
NM24WO5UFVN NM24WO5ULEMS8 *8SO NM24WO5ULEMTS8 *8SSOP NM24WO5ULEN
NM24WO05ULM8 *8SO NM24WO05ULMT8 *8SSOP NM24WO5ULN NM24WO05ULVM8 *8SO
NM24W05ULVMT8 *8SSOP NM24WO5ULVN NM24WO05ULZEMS8 *8SO NM24WO05ULZEMTS8 *8SSOP
NM24WO05ULZEN NM24W05ULZM8 *8SO NM24W05ULZMT8 *8SSOP NM24WO05ULZN
NM24WO05ULZVM8 *8SO NM24WO05ULZVMT8 *8SSOP NM24WO05ULZVN NM24W05UM8 *8SO
NM24W05UMT8 *8SSOP NM24WO05UN NM24W05UVM8 *8SO NM24WO05UVMT8 *8SSOP
NM24WO05UVN NM24W05UZM8 *8SO NM24W05UZMT8 *8SSOP NM24WO05UZN
NM24W05UZVM8 *8SO NM24W05UZVMT8 *8SSOP NM24W05UZVN NM24W08

NM24W08 *8SO NM24WO08UFLEMS8 *8SO NM24WO08UFLEMTS8 *8SO NM24WO8UFLEN
NM24WO08UFLM8 *8SO NM24WO08UFLMT8 *8SO NM24WO0BUFLN NM24WO08UFLVM8 *8SO
NM24WO08UFLVMTS8 *8SO NM24WO08UFLVN NM24WO08UFLZEMS8 *8SO NM24WO08UFLZEMTS8 *8SO
NM24WO0BUFLZEN NM24WO08UFLZM8 *8SO NM24WO0BUFLZMT8 *8SO NM24WO08UFLZN
NM24WO08UFLZVM8 *8SO NM24WO08UFLZVMTS8 *8SO NM24WO08UFLZVN NM24WO08ULEMS8 *8SO
NM24W0BULEMT8 *8SO NM24WO08ULEN NM24W08ULM8 *8SO NM24WO08ULMT8 *8SO
NM24WO08ULN NM24WO08ULVM8 *8SO NM24W08ULVMTS8 *8SO NM24WO08ULVN
NM24W08ULZEMS *8SO NM24WO08ULZEMTS8 *8SO NM24WO08ULZEN NM24W08ULZM8 *8SO
NM24W08ULZMT8 *8SO NM24WO08ULZN NM24W08ULZVMS8 *8SO NM24W08ULZVMT8 *8SO
NM24W08ULZVN NM24W09 NM24W09 *8SO NM24WO09UFLEMS8 *8SO
NM24WO9UFLEMTS8 *8SO NM24WO9UFLEN NM24WO09UFLM8 *8SO NM24WO09UFLMT8 *8SO
NM24WO09UFLN NM24WO09UFLVM8 *8S0O NM24WO09UFLVMT8 *8SO NM24WO09UFLVN
NM24WO09UFLZEMS8 *8SO NM24WO09UFLZEMTS8 *8SO NM24WO09UFLZEN NM24WO09UFLZM8 *8SO
NM24WO09UFLZMT8 *8SO NM24WO09UFLZN NM24WO09UFLZVM8 *8SO NM24WO9UFLZVMT8 *8SO
NM24WO09UFLZVN NM24WO09ULEMS8 *8SO NM24WO09ULEMTS8 *8SO NM24WO09ULEN
NM24W09ULM8 *8SO NM24WO09ULMT8 *8SO NM24WO09ULN NM24W09ULVM8 *8SO
NM24W09ULVMTS8 *8SO NM24WO09ULVN NM24W09ULZEMS *8SO NM24WO09ULZEMTS *8SO
NM24WO09ULZEN NM24W09ULZM8 *8SO NM24W09ULZMT8 *8SO NM24WO09ULZN
NM24W09ULZVM8 *8SO NM24WO09ULZVMT8 *8SO NM24W09ULZVN NM34C02

NM59C11 NM59C11W *8SOP NM93C06EM8 *8SO NM93CO06EMT8 *8SSOP
NM93C06EN NM93C06LEMS8 *8SO NM93CO06LEMTS *8SSOP NM93CO06LEN
NM93C06LM8 *8SO NM93C06LMT8 *8SSOP NM93C06LN NM93C06LVM8 *8SO
NM93C06LVMT8 *8SSOP NM93C06LVN NM93C06M8 *8SO NM93C06MT8 *8SSOP
NM93C06N NM93C06VM8 *8SO NM93C06VMT8 *8SSOP NM93C06VN

NM93C13M8 *8SO NM93C13N NM93C14M8 *8SO NM93C14MT8 *8SSOP
NM93C14N NM93C46A NM93C46A *8S0O NM93C46A(x8)
NM9I3C46A(x8) *8SO NM93C46AL(x8) NM93C46AL(x8) *8SO NM93C46ALEMS *8SO
NM93C46ALEMTS8 *8SSOP NM93C46ALEN NM93C46ALM8 *8SO NM93C46ALMT8 *8SSOP
NM93C46ALN NM93C46ALVMS *8SO NM93C46ALVMTS8 *8SSOP NM93C46ALVN
NM93C46ALZ NM93C46ALZ *8SO NM93C46ALZ(x8) NM93C46ALZ(x8) *8SO
NM93C46EM8 *8SO NM93C46EMTS8 *8SSOP NM93C46EN NM93C46LEMS8 *8SO
NM93C46LEMT8 *8SSOP NM93C46LEN NM93C46LM8 *8SO NM93C46LMT8 *8SSOP
NM93C46LN NM93C46LVM8 *8SO NM93C46LVMT8 *8SSOP NM93C46LVN
NM93C46M8 *8SO NM93C46MT8 *8SSOP NM93C46N NM93C46VM8 *8SO
NM93C46VMT8 *8SSOP NM93C46VN NM93C56A NM93C56A *8SO
NM93C56A(x8) *8SO NM93C56AL NM93C56AL *8SO NM93C56AL (x8) *8SO
NM93C56ALZ NM93C56ALZ *8SO NM9I3C56ALZ(x8) *8SO NM93C56EM8 *8SO
NM93C56EMT8 *8SSOP NM93C56EN NM93C56LEM8 *8SO NM93C56LEMT8 *8SSOP
NM93C56LEN NM93C56LM8 *8SO NM93C56LMT8 *8SSOP NM93C56LN
NM93C56LVM8 *8SO NM93C56LVMT8 *8SSOP NM93C56LVN NM93C56M8 *8SO
NM93C56MT8 *8SSOP NM93C56N NM93C56VM8 *8SO NM93C56VMT8 *8SSOP
NM93C56VN NM93C66A NM93C66A *8SO NM93C66A(x8)
NM9I3C66A(x8) *8SO NMI3C66AL NM93C66AL *8SO NM93C66AL(x8)
NM93C66AL(x8) *8SO NM93C66ALZ NM93C66ALZ *8SO NM93C66ALZ(x8)




NM93C66ALZ(x8) *8SO NM93C66EM8 *8SO NM93C66EMT8 *8SSOP NM93C66EN
NM93C66LEMS8 *8SO NM93C66LEMT8 *8SSOP NM93C66LEN NM93C66LM8 *8SO
NM93C66LMT8 *8SSOP NM93C66LN NM93C66LVM8 *8SO NM93C66LVMT8 *8SSOP
NM93C66LVN NM93C66LZ *8SO NM93C66M8 *8SO NM93C66MT8 *8SSOP
NM93C66N NM93C66VM8 *8SO NM93C66VMT8 *8SSOP NM93C66VN
NM93C86A NM93C86A *8SO NM93C86A(x8) NM93C86A(x8) *8SO
NM93C86ALEMS8 *8SO NM93C86ALEM8(x8) *8SO NM93C86ALEN NM93C86ALEN(x8)
NM93C86ALM8 *8SO NM93C86ALM8(x8) *8SO NM93C86ALN NM93C86ALN(x8)
NM93C86ALVMS8 *8SO NM93C86ALVM8(x8) *8SO NM93C86ALVN NM93C86ALVN(x8)
NM93C86ALZ NM93C86ALZ *8SO NM93C86ALZ(x8) NM93C86ALZ(x8) *8SO
NM93C86L NM93C86L *8SO NM93C86LZ NM93C86LZ *8SO
NM93CS06 NM93CS06 *8SO NM93CS06 *8SSOP NM93CS06LEM8 *8SO
NM93CS06LEN NM93CS06LM8 *8SO NM93CSO6LN NM93CS06LVM8 *8SO
NM93CS06LVN NM93CS46 NM93CS46 *8SO NM93CS46 *8SSOP
NM93CS46LEM8 *8SO NM93CS46LEMTS8 *8SSOP NM93CS46LEN NM93CS46LM8 *8SO
NM93CS46LMT8 *8SSOP NM93CS46LN NM93CS46LVM8 *8SO NM93CS46LVMT8 *8SSOP
NM93CS46LVN NM93CS56 NM93CS56 *8SO NM93CS56 *8SSOP
NM93CS56LEMS8 *8SO NM93CS56LEMTS8 *8SSOP NM93CS56LEN NM93CS56LM8 *8SO
NM93CS56LMT8 *8SSOP NM93CS56LN NM93CS56L VM8 *8SO NM93CS56LVMT8 *8SSOP
NM93CS56LVN NM93CS66 NM93CS66 *8SO NM93CS66 *8SSOP
NM93CS66LEMS8 *8SO NM93CS66LEMT8 *8SSOP NM93CS66LEN NM93CS66LM8 *8SO
NM93CS66LMT8 *8SSOP NM93CS66LN NM93CS66LVM8 *8SO NM93CS66LVMT8 *8SSOP
NM93CS66LVN NMC9306 NMC9306 *8SO NMC9307
NMC9307 *8SO NMC9313B NMC9313B *8SO NMC9314B
NMC9314B *8SO NMC9346 NMC9346 *8SO NMC93C56
NMC93C56 *8SO NMC93C66 NMC93C66 *8SO NMC93C86A
NMC93C86A *8SO NMC93C86A(x8) NMC93C86A(x8) *8SO NMC93CS06EN
NMC93CS06MN NMC93CS06N NMC93CS46EN NMC93CS46MN
NMC93CS46N NMC93CS56EN NMC93CS56MN NMC93CS56N
NMC93CS66EN NMC93CS66MN NMC93CS66N
PLD
GAL16V8 GAL16V8 *20PL GAL16V8A GAL16V8A *20PL
GAL16V8QS GAL16V8QS *20PL GAL20V8 GAL20V8A
GAL20V8QS GAL22CV10 GAL22V10 GAL22V10B
E(E)PROM

2816 2864[9816A 9817
9817A NM27C010 NM27C010 *32PL NM27C010Q
NM27C010Q *32PL NM27C020 NM27C020 *32PL NM27C020Q
NM27C020Q *32PL NM27C040 NM27C040 *32PL NM27C1024
NM27C128 NM27C2048 NM27C210 NM27C210Q
NM27C256 NM27C400 NM27C512 NM27CP256
NM27LC010 NM27L.C010 *32PL NM27LC256 NM27LC512
NM27LC64 NM27LV010 *32PL NM27P040 NM27P512
NMC27C010 NMC27C010Q NMC27C010V *32PL NMC27C020
NMC27C128AN NMC27C128B NMC27C128BN NMC27C128BQ
NMC27C128C NMC27C128CQ NMC27C128Q NMC27C256B
NMC27C256BN NMC27C256BQE NMC27C256BQM NMC27C256C
NMC27C256Q NMC27C32B NMC27C32BQ NMC27C512A
NMC27C512AN NMC27C512Q NMC27C64 NMC27C64B
NMC27C64BN NMC27C64N NMC27C64Q NMC27CP128
NMC27CP256 NMC27CP64 NMC27LC512
Nantronics
SPROM
SPROM
N25S05AD N25S05AH *8SOIC N25S05AN *8SOIC N25S05AW *8SON
N25S05BD N25S05BH *8SOIC N25S05BN *8SOIC N25S05BW *8SON
N25S05CD N25S05CH *8SOIC N25S05CN *8SOIC N25S05CW *8SON
N25S10AD N25S10AH *8SOIC N25S10AN *8SOIC N25S10AW *8SON
N25S10BD N25S10BH *8SOIC N25S10BN *8SOIC N25S10BW *8SON
N25S10CD N25S10CH *8SOIC N25S10CN *8SOIC N25S10CW *8SON
N25S16AD N25S16AH *8SOIC N25S16AN *8SOIC N25S16AW *8SON
N25S16BD N25S16BH *8SOIC N25S16BN *8SOIC N25S16BW *8SON
N25S16CD N25S16CH *8SOIC N25S16CN *8SOIC N25S16CW *8SON
N25S20AD N25S20AH *8SOIC N25S20AN *8SOIC N25S20AW *8SON
N25S20BD N25S20BH *8SOIC N25S20BN *8SOIC N25S20BW *8SON
N25S20CD N25S20CH *8SOIC N25S20CN *8SOIC N25S20CW *8SON

N25S32 *8SOIC

N25S32 *8SON

N25S32AH *8SOIC

N25S32AN *8SOIC




N25S32AW *8SON

N25S32B *8SOIC

N25S32BN *8SOIC

N25S32BW *8SON

N25532CH *8SOIC

N25S32CN *8SOIC

N25532CW *8SON

N25S64AH *8SOIC

N25S64AN *8SOIC N25S64AW *8SON N25S64BH *8SOIC N25S64BN *8SOIC
N25S64BW *8SON N25564CH *8SOIC N25S64CN *8SOIC N25S564CW *8SON
N25S80 *8SOIC N25S80 *8SON N25S80AH *8SOIC N25S80AW *8SON
N25S80BH *8SOIC N25S80BW *8SON N25S80CH *8S0OIC N25S80CW *8SON

Numonyx
SPROM

SPROM

M25P05-AVDW *8SSOP

M25P05-AVMN *8S0O

M25P05-AVMP *8MLP

M25P05-AVZW *8MLP

M25P10-AVMB *8MLP

M25P10-AVMN *8S0O

M25P10-AVMP *8ML

M25P16-VME *8MLP

M25P16-VMN *8SO

M25P16-VMP *8MLP

M25P16-VMW *8SOP

M25P20-VMN *8SO

M25P20-VMP *8SON

M25P32-VME *8MLP

M25P32-VMP *8MLP

M25P32-VMW *8SOP

M25P40-VMN *8SO

M25P40-VMP *8MLP

M25P80-VMN *8SO

M25P80-VMP *8MLP

M25P80-VMW *8SOP

Nuvoton

MPU

MPU

W77E058A40DL W77E058A40PL *44PLCC W77E516A40DL W77E516A40PL *44PLCC
W77E532A40DL W77E532A40PL *44PLCC W77E58 W77E58P *44PLCC
W77L058A25DL W77L058A25PL *44PLCC W77L516A25DL W77L516A25PL *44PLCC
W77L532A25DL W770L532A25DLP *44PLCC W77LE516 W77LE532

W77LES8 W77LES8A W77LES8A *44PLCC W77LE58P *44PLCC
W78E051C40DL W78E051C40DL *44PLCC W78E051DDG W78E051DPG *44PLCC
W78E052B40 W78E052B40PL *44PLCC W78E052C40DL W78E052C40PL *44PLCC
W78E052DDG W78E052DPG *44PLCC W78E054C40DL W78E054C40DL *44PLCC
W78E054DDG W78E054DPG *44PLCC W78E058B40DL W78E058B40PL *44PLCC
W78E058D40DL W78E058D40PL *44PLCC W78E058DDG W78E058DPG *44PLCC
W78E365A40DL W78E365A40PL *44PLCC W78E516B40DL W78E516B40PL *44PLCC
W78E516D40DL W78E516D40PL *44PLCC W78E516DDG W78E516DPG *44PLCC
W78E51B W78E51BP *44PLCC W78E51C W78E51C *44PLCC
W78E52B W78E52BP *44PLCC W78E52C W78E52C *44PLCC
W78E54B W78E54BP *44PLCC W78E54C WT78E54C *44PLCC
W78E58B W78E58BP *44PLCC W78E62 W78E62B

W78E62BP *44PLCC W78E65 W78E858A W78E858AP *44PLCC
W78ERD2 W78ERD2 *44PLCC W78ERD2A40DL W78ERD2A40DN
W78ERD2A40PL *44PLCC W78ERD2A40PN *44PLCC W78IE52 WT78IE52A24DL
W78IE52A24PL *44PLCC W78IE52P *44PLCC W78IE54 W78IE54P *44PLCC
W78IE58 WT78IES8P *44PLCC W78IRD2A25DL WT78IRD2A25DN *44PLCC
W78L051A24DL W78L051A24PL *44PLCC W78L051C24DL W78L051C24PL *44PLCC
W78L052A24DL W78L052A24PL *44PLCC W78L052C24DL W78L052C24PL *44PLCC
W78L054A24DL W78L054A24PL *44PLCC W78L054C24DL W78L054C24PL *44PLCC
W78L058A24DL W78L058A24PL *44PLCC W78L365A24DL W78L365A24PL *44PLCC
W78L516A24DL W78L516A24PL *44PLCC W78L812A24DL W78L812A24PL *44PLCC
W78LES1 W78LE516 WT78LES16P *44PLCC W78LE51C

W78LE51CP *44PLCC W78LES1P *44PLCC W78LE5S2 W78LE52C

W78LES2CP *44PLCC W78LES2P *44PLCC W78LE54 W78LE54C

W78LES4CP *44PLCC W78LES4P *44PL.CC W78LE5S8 W78LES8P *44PLCC
W78LE812 W78LE812A24DL W78LE812A24PL *44PLCC W78LE812P *44PLCC
W79E532A40DL W79E532A40DN W79E532A40PL *44PLCC W79E532A40PN *44PLCC
W79E632 W79E633 W79L532A25DL W79L532A25DN
W79L632 W79L632A25PL W79L632A25PL *44PLCC

ON Semiconductor

SPROM E(E)PROM

SPROM

CAT13001 *8SO CAT13001(x8) *8SO CAT13004 *8SO CAT13004(x8) *8SO
CAT13008 *8SO CAT13008(x8) *8SO CAT13016 *8SO CAT13016(x8) *8SO

CAT1320LI-25

CAT1320L1-28

CAT1320LI-30

CAT1320L1-42

CAT1320LI-45

CAT1320WI-25 *8SO

CAT1320WI-28 *8SO

CAT1320WI-30 *8SO

CAT1320WI-42 *8SO

CAT1320WI-45 *8SO

CAT1320Y1-25 *8SSOP

CAT1320Y1-28 *8SSOP

CAT1320Y1-30 *8SSOP

CAT1320Y1-42 *8SSOP

CAT1320Y1-45 *8SSOP

CAT1320ZD2125 *8MS

CAT1320ZD2128 *8MS

CAT1320ZD2130 *8MS

CAT1320ZD2142 *8MS

CAT1320ZD2I45 *8MS

CAT1321LI-25

CAT1321LI1-28

CAT1321LI-30

CAT1321L1-42

CAT1321L1-45

CAT1321WI-25 *8SO

CAT1321WI-28 *8SO

CAT1321WI-30 *8SO

CAT1321WI-42 *8SO

CAT1321WI-45 *8SO

CAT1321Y1-25 *8SSOP

CAT1321Y1-28 *8SSOP

CAT1321Y1-30 *8SSOP

CAT1321Y1-42 *8SSOP

CAT1321Y1-45 *8SSOP

CAT1321ZD2I25 *8MS

CAT1321ZD2128 *8MS

CAT1321ZD2130 *8MS

CAT1321ZD2142 *8MS

CAT1321ZD2145 *8MS




CAT14002 *850 CAT14004 *850 CAT14008 *850 CAT14016 *850
CAT24AA0IW *8S0 CAT24AA02W *850 CAT24AA04W *8S0 CAT24AA08W *850
CAT24AA16W *850 CAT24AC128 CAT24AC128] *850 CAT24AC128K *850
CAT24C00J *850 CAT24C00L CAT24C00P CAT24C00U *8SSOP
CAT24CO0W *850 CAT24C00Y *8SSOP CAT24C01B CAT24C01B *850
CAT24C01VP2 *8DFN CAT24C01W *8S0 CAT24COLY *85S0P CAT24C01Z *8MSOP
CAT24C02 CAT24C021 CAT24C021] *8S0 CAT24C022
CAT24C022] *8S0 CAT24C023 CAT24C023] *8S0 CAT24C02HU4 *38DFN
CAT24C02L CAT24C02VP2 *8DFN CAT24C02W *850 CAT24C02Y *8SSOP
CAT24C02Z *8MSOP CAT24C04 CAT24C041 CAT24C041) *8S0
CAT24C042 CAT24C042] *850 CAT24C043 CAT24C043) *850
CAT24C04HU4 *8DFN CAT24C04L CAT24C04VP2 *8DFN CAT24C04W *8S0
CAT24C04Y *85SOP CAT24C04Z *8MSOP CAT24C08 CAT24C081
CAT24C081] *8S0 CAT24C082 CAT24C082] *8SO CAT24C083
CAT24C083] *8S0 CAT24C08HU4 *38DFN CAT24C08L CAT24C08VP2 *8DFN
CAT24C08W *850 CAT24C08Y *8SSOP CAT24C08Z *8MSOP CAT24C128HU3 *8QFN
CAT24C128HU4 *8QFN CAT24C128L CAT24C128W *830 CAT24C128Y *85S0P
CAT24C128Z *8MSOP CAT24C16 CAT24C161 CAT24C161) *850
CAT24C162 CAT24C162] *850 CAT24C163 CAT24C163] *850
CAT24C16HU4 *8DFN CAT24C16L CAT24C16VP2 *8DFN CAT24C16W *8S0
CAT24C16Y *8550P CAT24C16Z *8MSOP CAT24C21] *850 CAT24C21L
CAT24C21P CAT24C21W *8S0 CAT24C256HU4 *8QFN CAT24C256L
CAT24C256W *850 CAT24C256X *8S0P CAT24C256Y *85SOP CAT24C256Z *8MSOP
CAT24C32 CAT24C32HU3 *8DFN CAT24C32HU4 *8DFN CAT24C32L
CAT24C32VP2 *8DFN CAT24C32W *850 CAT24C32Y *8550P CAT24C512HUS *8QFN
CAT24C512L CAT24C512W *850 CAT24C512X *8SOP CAT24C512Y *85SOP
CAT24C64 CAT24FCO0L CAT24FCOLJ *850 CAT24FC02J *850
CAT24FCO2L CAT24FCO2P CAT24FCO2W *850 CAT24FC16
CAT24FC16J *850 CAT24FC17 CAT24FC17] *850 CAT24FC256
CAT24FC256J *850 CAT24FC256K *8SOP CAT24FC32 CAT24FC32A
CAT24FC32A) *850 CAT24FC32AK *8SOP CAT24FC32J *850 CAT24FC32K *850P
CAT24FC64 CAT24FC64J *850 CAT24FC64K *8SOP CAT24FC65
CAT24FC65J *850 CAT24FC65K *8SOP CAT24LC02 CAT24LC04
CAT24LC08 CAT24LC16 CAT24MOLHU5 *8QFN CAT24MO1L
CAT24MOLW *8S0 CAT24MOLX *8S0P CAT24MOLY *8SSOP CAT24WC01
CAT24WCOLJ *850 CAT24WC02 CAT24WC02J *850 CAT24WC03
CAT24WC03] *850 CAT24WC04 CAT24WC04] *850 CAT24WC05
CAT24WC05J *850 CAT24WC08 CAT24WC08J *8S0 CAT24WC09
CAT24WC09] *850 CAT24WC128 CAT24WC128] *850 CAT24WC128K *8SOP
CAT24WC129 CAT24WC129] *850 CAT24WCI129K *8SOP CAT24WC16
CAT24WC164] *850 CAT24WC164L CAT24WC164P CAT24WC164W *850
CAT24WC16J *850 CAT24WC17 CAT24WC17J *850 CAT24WC256
CAT24WC256K *8SOP CAT24WC257 CAT24WC257K *8SOP CAT24WC32
CAT24WC32] *850 CAT24WC32K *8SOP CAT24WC33 CAT24WC33] *850
CAT24WC33K *8SOP CAT24WC64 CAT24WC64] *850 CAT24WC64K *8SOP
CAT24WC65 CAT24WC65J *850 CAT24WC65K *8SOP CAT24WC66
CAT24WC66J *850 CAT24WCE6K *8SOP CAT25010 CAT25010HU4 *8DFN
CAT25010L CAT25010P CAT25010S *850 CAT25010U *8S0P
CAT25010V *850 CAT25010VP2 *8DFN CAT25010Y *8550P CAT25010Z *8MSOP
CAT25020 CAT25020HU4 *8DFN CAT25020L CAT25020P
CAT25020S *850 CAT25020U *850P CAT25020V *850 CAT25020VP2 *8DFN
CAT25020Y *38SSOP CAT25020Z *8MSOP CAT25040 CAT25040HU4 *8DFN
CAT25040L CAT25040P CAT25040S *850 CAT25040U *850P
CAT25040V *350 CAT25040VP2 *8DFN CAT25040Y *8SSOP CAT25040Z *8MSOP
CAT25C01 CAT25C011P CAT25C011S *850 CAT25C011U *850P
CAT25C01P CAT25C01S *8S0 CAT25C01U *8S0P CAT25C02
CAT25C021P CAT25C021S *850 CAT25C022P CAT25C022S *850
CAT25C02P CAT25C02S *8S0 CAT25C03 CAT25C03P
CAT25C03S *850 CAT25C041P CAT25C041S *850 CAT25C042P
CAT25C042S *8S0 CAT25C04P CAT25C04S *850 CAT25C05
CAT25C05P CAT25C05S *850 CAT25C08 CAT25C081P
CAT25C081S *8S0 CAT25C082P CAT25C082S *8S0 CAT25C08P
CAT25C08S *850 CAT25C09 CAT25C09P CAT25C09S *850
CAT25C11 CAT25C11P CAT25C11S *850 CAT25C128
CAT25C128K *850P CAT25C128P CAT25C128S *850 CAT25C16
CAT25C161P CAT25C161S *850 CAT25C162P CAT25C162S *850
CAT25C16P CAT25C16S *850 CAT25C17 CAT25CL7P
CAT25C17S *850 CAT25C256 CAT25C256K *8SOP CAT25C256P
CAT25C2565 *850 CAT25C32 CAT25C321P CAT25C321S *850
CAT25C322P CAT25C322S *350 CAT25C32P CAT25C32S *850
CAT25C33 CAT25C33P CAT25C33S *850 CAT25C64
CAT25C64P CAT25C64S *8S0 CAT25C65P CAT25C65S *8S0
CAT34C02 CAT34WC02 CAT34WC02 *850 CAT35C102
CAT35C102H CAT35C102H (x8) CAT35C102H (x8) *8S0 CAT35C102H (x8) *8SOP

CAT35C102H *8SO

CAT35C102H *8SOP

CAT35C102]

CAT35C1021 (x8)

CAT35C1021 (x8) *850

CAT35C1021 (x8) *8SOP

CAT35C102I *8SO

CAT35C102I *8SOP

CAT35C102P

CAT35C102P (x8)

CAT35C102P (x8) *8SO

CAT35C102P (x8) *8SOP

CAT35C102P *8SO

CAT35C102P *8SOP

CAT35C104

CAT35C104H




CAT35C104] CAT35C104P CAT35C116K *8SOP CAT35C116K(x8) *8SOP
CAT35C116KA *8SOP CAT35C116KA(X8) *8SOP CAT35C116KE *8SOP CAT35C116KE(x8) *850P
CAT35C116KI *8S0P CAT35C116KI(x8) *8SOP CAT35C116P CAT35C116P(x8)
CAT35C116PA CAT35C116PA(X8) CAT35C116PE CAT35C116PE(x8)
CAT35C116PI CAT35C116PI(x8) CAT35C116S *850 CAT35C116S(x8) *8S0
CAT35C116SA *850 CAT35C116SA(x8) *8S0 CAT35C116SE *850 CAT35C116SE(x8) *8S0
CAT35C116SI *8S0 CAT35C1165I(x8) *8SO CAT59C11 CAT59C11A
CAT59C11H CAT59C11I CAT64LC10J *8S0 CAT64LC10S *850
CAT64LC10U *8SSOP CAT64LC10UR *8SSOP CAT64LC20J *8SO CAT64LC20S *8S0
CAT64LC20U *8SSOP CAT64LC20UR *8SSOP CAT64LC40J *8SO CAT64LC40S *850
CAT64LC40U *8SSOP CAT64LC40UR *8SSOP CAT93C46 CAT93C46(x8)
CAT93C4611] *850 CAT93C4611K *8SOP CAT93C4611P CAT93C4611P(x8)
CAT93C4611S *8S0 CAT93C4612] *8S0 CAT93C4612K *8SOP CAT93C4612P
CAT93C4612P(x8) CAT93C4612S *850 CAT93C4613] *850 CAT93C4613K *8SOP
CAT93C4613P CAT93C4613P(x8) CAT93C4613S *850 CAT93C4614] *8S0
CAT93C4614K *8SOP CAT93C4614P CAT93C4614P(x8) CAT93C4614S *850
CAT93C4621] *8S0 CAT93C4621K *8SOP CAT93C4621P CAT93C4621S *850
CAT93C4622] *850 CAT93C4622K *8SOP CAT93C4622P CAT93C4622S *850
CAT93C4623] *8S0 CAT93C4623K *8SOP CAT93C4623P CAT93C4623S *850
CAT93C4624] *850 CAT93C4624K *8SOP CAT93C4624P CAT93C4624S *850
CAT93C4631P CAT93C4632P CAT93C4633P CAT93C4634P
CAT93C46A CAT93C46B CAT93C46-H CAT93C46-H(x8)
CAT93C46J *8SO CAT93C46J(x8) *8S0 CAT93C46K *8SOP CAT93C46K (x8) *8SOP
CAT93C46-L CAT93C46-L(x8) CAT93C46S *850 CAT93C465(x8) *850
CAT93C56 CAT93C56(x8) CAT93C5611P CAT93C5612P
CAT93C5613P CAT93C5614P CAT93C5621P CAT93C5622P
CAT93C5623P CAT93C5624P CAT93C5631P CAT93C5632P
CAT93C5633P CAT93C5634P CAT93C56-E CAT93C56-E(x8)
CAT93C56J *8S0 CAT93C56J(x8) *8S0 CAT93C56K *8SOP CAT93C56K (x8) *8SOP
CAT93C56S *850 CAT93C565(x8) *8SO CAT93C57 CAT93C57(x8)
CAT93C5711P CAT93C5712P CAT93C5713P CAT93C5714P
CAT93C5721P CAT93C5722P CAT93C5723P CAT93C5724P
CAT93C5731P CAT93C5732P CAT93C5733P CAT93C5734P
CAT93C57-E CAT93C57-E(x8) CAT93C57J *8SO CAT93C57J(x8) *850
CAT93C57K *8SOP CAT93C57K(x8) *8SOP CAT93C57S *8S0 CAT93C575(x8) *8SO
CAT93C66 CAT93C66(x8) CAT93C6611P CAT93C6612P
CAT93C6613P CAT93C6614P CAT93C6621P CAT93C6622P
CAT93C6623P CAT93C6631P CAT93C6632P CAT93C6633P
CAT93C6634P CAT93C66-E CAT93C66-E(x8) CAT93C66J *850
CAT93C66J(x8) *850 CAT93C66K *8SOP CAT93C66K(x8) *8SOP CAT93C66S *850
CAT93C665(x8) *850 CAT93C8611P CAT93C8612P CAT93C8613P
CAT93C8614P CAT93C8621P CAT93C8622P CAT93C8623P
CAT93C8624P CAT93C8631P CAT93C8632P CAT93C8633P
CAT93C8634P CAT93C86-C CAT93C86-C(x8) CAT93C86] *8S0
CAT93C86J(x8) *850 CAT93C86K *8SOP CAT93C86K(x8) *8SOP CAT93C86P
CAT93C86P(x8) CAT93C86S *850 CAT93C865(x8) *8SO CAT93H46] *850
CAT93H46J(x8) *8S0 CAT93H46P CAT93H46P(x8) CAT93H46S *8S0
CAT93H465(x8) *850 CAT93H46U *8SSOP CAT93H46U(x8) *8SSOP CAT93HC46
CAT93HC46(x8) CAT93HC46] *8S0 CAT93HC46J(x8) *8S0 CAT93HC46P
CAT93HC46P(x8) CAT93HC46S *8S0 CAT93HC465(x8) *850 CAT93HC46U *8SSOP
CAT93HC46U(x8) *8SSOP CAV24C02W *8S0 CAV24C02Y *8SSOP CAV24C04W *8S0
CAV24C04Y *8SSOP CAV24C08W *850 CAV24C08Y *8SSOP CAV24C16W *850
CAV24C16Y *8SSOP CAV24C32W *850 CAV24C32Y *8SSOP CAV24C64W *8S0
CAV24C64Y *8SSOP LE24C0221M *8MFP LE24C023M *8MFP LE24C023M *8S0IC
LE24C042 LE24C042M *8MFP LE24C043M *8MFP LE24C043M *8S0IC
LE24C082 LE24C082M *8MFP LE24C082M *8S0IC LE24C162

LE24C162M *8MFP LE24C162M *8S0IC LE24C322 LE24C322M *8MFP
LE24CA322 *8MSOP LE24CA322M *8S0IC LE24CB642 LE24CB642M *8MFP
LE24CB642M *8MSOP LE24CB642M *8S0IC LE24L0221M *8MFP LE24L0221TT *8MSOP
LE24L082TT *8MSOP LE24L162TT *8MSOP LE24L322M *8MFP LE24LB1283M *8MFP
LE24LB1283TT *8MSOP LE24LB642M *8MFP LE25FU106BMA *8MFP LE25FUL06BTT *8MFP
LE25FU206BMA *8MFP LE25FU206BTT *8MFP LE25FU406BMA *8MFP LE25FU406BTT *8MFP
LE25FW106M *8SO LE25FW106T *8SO LE25FW206M *8S0 LE25FW206T *8SO
E(E)PROM

CAT27010 CAT27010 *32PL CAT27128A CAT27128AP
CAT27256 CAT27256P CAT27512 CAT27512P
CAT2764A CAT27C256 CAT27HC256 CAT28C16A
CAT28C16A *24S0IC CAT28C16Al CAT28C17A CAT28C17A *28S0IC
CAT28C17Al CAT28C256 CAT28C256 *28TS CAT28C257
CAT28C257 *28TSCC CAT28C512 CAT28C512 *32PL CAT28C64A
CAT28C64B CAT28C64B *2850IC CAT28C64B *28TS CAT28C65A
CAT28C65B CAT28C65B *2850IC CAT28C65B *28TS CAT28F001N-B *32PL
CAT28F001N-T *32PL CAT28F001P-B CAT28F001P-T CAT28F010N *32PL
CAT28F010NI *32PL CAT28F010P CAT28F010PI CAT28F020N *32PL




CAT28F020NI *32PL CAT28F020P CAT28F020PI CAT28F512N *32PL
CAT28F512N1 *32PL CAT28F512P CAT28F512PI CAT28LV256
CAT28LV256 *28TS CAT28LV64 CAT28LV64 *2850IC CAT28LV64 *28TS
CAT28LV65 CAT28LV65 *2850IC CAT28LV65 *28TS

OKI

SPROM E(E)PROM

SPROM

M851G MSM16811 MSM16811 *8SO MSM16812
MSM16812 *8S0 MSM16812(x8) MSM16812(x8) *8S0 MSM16911
MSM16911 *8SO

E(E)PROM

2816A 28C16A MR27V401DRA MR27V401ERA
MSM271024 MSM271024AS MSM271024ZB MSM27128
MSM27128AS MSM27256 MSM27256A MSM27256AS
MSM2732A MSM27512 MSM27512AS MSM27512ZB-RS
MSM2764 MSM2764A MSM2764AS MSM2764AZB-RS
MSM2764RS MSM2764Z MSM27C1000 MSM27C100ZB
MSM27C1024 MSM27C1024AS MSM27C128 MSM27C128A
MSM27C128AS MSM27C128AZB-RS MSM27C2048 MSM27C256
MSM27C256A MSM27C256H MSM27C256HZB MSM27C256ZB
MSM27C256ZB-RS MSM27C401CZ MSM27C64 MSM27C64AS
MSM2816A MSM28C16A MSM28C256 MSM28C64A

PMC

SPROM E(E)PROM

SPROM

AT24C64 AT24C64 *8S0 AT24C64 *8SSOP PM25LV016B-100BC *8S0

PM25LV016B-100BCE *8SO

PM25LV016B-100QC *8WSON

PM25LV016B-100QCE *8WSON

PM25LV080B-100BC *8SO

PM25LV080B-100BCE *8SO

PM25LV080B-100QC *8WSON

PM25LVV080B-100QCE *8WSON

E(E)PROM
PmM29F002B Pm29F002B *32PL PmM29F002T Pm29F002T *32PL
Pm29F004B Pm29F004B *32PL Pm29F004T Pm29F004T *32PL
Pm29LV104RB *32PL Pm29LV104RB *32TS Pm29LV104RT *32PL Pm29LV104RT *32TS
Pm37LV512 Pm37LV512 *32PL Pm37LV512 *32TS Pm39F010
PmM39F010 *32PL Pm39F010 *32TS PmM39F020 Pm39F020 *32PL
Pm39F020 *32TS Pm39F040 PmM39F040 *32PL Pm39F040 *32TS
PmM39F512 Pm39LV010 *32PL Pm39LV010 *32TS Pm39LVO10R *32PL
Pm39LVO10R *32TS Pm39L V020 *32PL Pm39LV020 *32TS Pm39L V040 *32PL
Pm39L V040 *32TS Pm39LV512 *32PL Pm39LV512 *32TS Pm39LV512R *32PL
Pm39LV512R *32TS Pm49FL002T *32PL PmA49FL002T *32TS Pm49FL004T *32PL
PJ
SPROM
SPROM

[P324BCO2 [PJ24BC0O2 *850 [PJ24BCO2 *8SSOP
PHILIPS
SPROM MPU E(E)PROM
SPROM
PCAB581CP PCA8581CT *850 PCAB581P PCA8581T *8S0
PCAB8582A PCAB8582A *850 PCAB8582B PCA8582B *8S0
PCAB8582C PCA8582C *850 PCAB8582D PCA8582D *8S0
PCAB582E PCAB582E *850 PCAB582F PCA8582F *850
PCD8582A PCD8582A *8S0 PCD8582B PCD8582B *850
PCD8582C PCD8582C *8S0 PCD8582D PCD8582D *8S0
PCD8582E PCD8582E *8S0 PCF85102C PCF85102C *8S0
PCF85116 PCF85116 *8S0 PCF8570P PCF8570T *850
PCF8582A PCF8582A *850 PCF8582B PCF8582B *8S0




PCF8582C PCF8582C *8S0 PCF8582D PCF8582D *850
PCF8582E PCF8582E *850 PCF8594 PCF8594 *850
PCF8594C PCF8594C *8S0 PCF8594D PCF8594D *8S0
PCF8594E PCF8594E *8S0 PCF8598 PCF8598 *8S0IC
PCF8598C PCF8598C *8S0IC PCF8598D PCF8598D *8S0IC
PCF8598E PCF8598E *8S0IC

MPU

87C504 87C504 *44PLCC 87C575 87C575 *44PLCC
87C576 87C576 *44PLCC 87C652 87C652 *44PLCC
87C654 87C654 *44PLCC 87L51FA 87L51FA *44PLCC
87L51FB 87L51FB *44PLCC OM4368BN P87C51FA-4A *44PLCC
P87C51FA-4N P87C51FA-5A *44PLCC P87C51FA-EN P87C51FA-IA *44PLCC
P87C51FA-IN P87C51FA-JA *44PLCC P87C51FA-IN P87C51FB-4N
P87C51FB-5A *44PLCC P87C51FB-5N P87C51FB-I1A *44PLCC P87C51FB-IN
P87C51FB-JA *44PLCC P87C51FB-JN P87C51FC-4N P87C51FC-5A *44PLCC
P87C51FC-5N P87C51FC-IA *44PLCC P87C51FC-IN P87C51FC-JA *44PLCC
P87C51FC-JN P87C51RA+AN P87C51RA+5A *44PLCC P87C51RA+EN
P87C51RA+IA *44PLCC P87C51RA+IN P87C51RA+JA *44PLCC P87C51RA+IN
P87C51RA2BA *44PLCC P87C51RA2BN P87C51RA2FA *44PLCC P87C51RB+4N
P87C51RB+5A *44PLCC P87C51RB+5N P87C51RB+IA *44PLCC P87C51RB+IN
P87C51RB+JA *44PLCC P87C51RB+IN P87C51RB2BN P87C51RB2FA *44PLCC
P87C51RB2FN P87C51RC+4N P87C51RC+5A *44PLCC P87C51RC+5N
P87C51RC+IA *44PLCC P87C51RC+IN P87C51RC+JA *44PLCC P87C51RC+IN
P87C51RC2BA *44PLCC P87C51RC2FA *44PLCC P87C51RD+4N P87C51RD+5A *44PLCC
P87C51RD+EN P87C51RD+IA *44PLCC P87C51RD+IN P87C51RD+JA *44PLCC
P87C51RD+IN P87C51RD2FA *44PLCC P87C51SBPN P87C51SFAA *44PLCC
P87C51SFPN P87C51UBAA *44PLCC P87C51UBPN P87C51X2FA *44PLCC
P87C51X2FN P87C52SBPN P87C52SFAA *44PLCC P87C52SFPN
P87C52UBAA *44PLCC P87C52UBPN P87C52X2FA *44PLCC P87C52X2FN
P87C54SBPN P87C54SFAA *44PLCC P87C54SFPN P87C54UBAA *44PLCC
P87C54UBPN P87C54UFAA *44PLCC P87C54UFPN P87C54X2FA *44PLCC
P87C58SBPN P87C58SFAA *44PLCC P87C58SFPN P87C58UBAA *44PLCC
P87C58UBPN P87C58UFAA *44PLCC P87C58UFPN P87C58X2FA *44PLCC
P87C58X2FN P87LPC759BN P87LPC760BN P87LPC761BN

P89C138 P89C138 *44PLCC P89C238 P89C238 *44PLCC
P89C51BA *44PLCC P89C51BP P8IC51RA+IA *44PLCC P8IC51RA+IN
P89C51RA2 P8IC51RA2BA *44PLCC P89C51RB+IA *44PLCC P8IC51RB+IN
P89C51RB2 P8IC51RB2BA *44PLCC P89C51RB2HBA *44PLCC P89C51RB2HBP
P89C51RB2HFA *44PLCC P8IC51RC+IA *44PLCC P89C51RC+IN P8IC5LRC+JA *44PLCC
P89C51RC+IN P8IC51RC2BA *44PLCC P89C51RC2BN P8IC51RC2HBA *44PLCC
P89C51RC2HBP P89C51RD+IA *44PLCC P89C51RD+IN P89IC51RD+JA *44PLCC
P89C51RD+IN P89C51RD2BA *44PLCC P89C51RD2BN P89C51RD2HBA *44PLCC
P89C51RD2HBP P89IC51UBA *44PLCC P89C51UBP P89C51UFP
P8IC51X2BA *44PLCC P89IC51X2BN P89C52BA *44PLCC P89C52BP

P89C52UBA *44PLCC P89C52UBP P89C52UFP P8IC52X2BA *44PLCC
P89C52X2BN P89IC52X2FA *44PLCC P89C535NBAA *44PLCC P89IC536NBAA *44PLCC
P89C538NBAA *44PLCC P8IC54BA *44PLCC P89C54BP P8IC54UBA *44PLCC
P89C54UBP P89C54UFP P89C54X2BA *44PLCC P89C54X2BN
P89C58BA *44PLCC P89C58BP P89C58UBA *44PLCC P89IC58UBP

P89C58UFP P8IC58X2BA *44PLCC P8IC58X2BN P8ICE0X2BA *44PLCC
P89C60X2BN P8IC61X2BA *44PLCC P89C61X2BN P8IC660HBA *44PLCC
P8IC660HFA *44PLCC P89IC662HBA *44PLCC P89C662HFA *44PLCC P89IC664HBA *44PLCC
P89C664HFA *44PLCC P8IC668HBA *44PLCC P89C668HFA *44PLCC P8ICBE69FA *44PLCC
P8IC738ABA *44PLCC P89IC738ABP P8ILPCY221FN P8ILPCY22FN
P89LV51RB2BA *44PLCC P8ILV51RC2BN P89LV51RC2FA *44PLCC P8ILV51RD2 *44PLCC
P8ILV51RD2BA *44PLCC P8ILV51RD2FA *44PLCC P89V51RB2BN P89V51RB2FA *44PLCC
P89V51RC2BN P89V51RC2FA *44PLCC P89V51RC2FN P89V51RD2

P89V51RD2 *44PLCC P89V51RD2BN S87C51 S87C51 *44PLCC
S87C51FA S87C51FA *44PLCC S87C51FB S87C51FB *44PLCC
S87C51FC S87C52 S87C52 *44PLCC

E(E)PROM

27C010 27C010 *32PL 27C256 27C256B

27C256F 27C512 27C64A 27C64AF

PIONEER

SPROM

SPROM

[s130 [s220 [sL220 *850 [sL221




PCT

SPROM

SPROM

PCT25VF010A *850 PCT25VF010A *8WSON PCT25VF016B *8SOP PCT25VF016B *8WSON
PCT25VF020B *8S0 PCT25VF020B *8WSON PCT25VF032B *8SOP PCT25VF032B *8WSON
PCT25VF040B *8SOP PCT25VF040B *8WSON PCT25VF080B *8SOP PCT25VF080B *8WSON
PCT25VF512A *8S0 PCT25VF512A *8WSON

PTC

E(E)PROM

E(E)PROM

PT28C040 PT28C040 *32PL PT29C020 [PT29C020 *32PL
PT29C040 PT29C040 *32PL

PSS

SPROM E(E)PROM

SPROM

[Ps24C256 [Ps24C256 *850

E(E)PROM

PS29FS001L *32PL PS29FS001P PS29FS001S *32TS [PS29LP0O1L *32PL
PS29LP001P PS29LP001S *32TS

Portek

SPROM

SPROM

PTK24A02T PTK24A02T *8S0 PTK24A04T PTK24A04T *8S0
PTK24A08T PTK24A08T *850 PTK24A16T PTK24A16T *850
PTK24A32T PTK24A32T *850 PTK24A32T *8SSOP PTK24A64T
PTK24A64T *850 PTK93LC46 PTK93LC46 *8SO PTK93LC46(x8)
PTK93LC46(x8) *850 PTK93LC56 PTK93LC56 *8S0 PTK93LC56(x8)
PTK93LC56(x8) *8SO PTK93LC66 PTK93LC66 *8SO PTK93LC66(x8)
PTK93LC66(x8) *850

Pflash

SPROM E(E)PROM

SPROM

[PM25LQ032 *850 |

E(E)PROM

Pm37LV512 Pm37LV512 *32PL Pm37LV512 *32TS Pm39F010 *32PL
Pm39F010 *32TS Pm39F020 *32PL Pm39F020 *32TS Pm39F040 *32PL
Pm39F040 *32TS Pm39LV010 *32PL Pm39LV010 *32TS Pm39L V020 *32PL
Pm39LV020 *32TS Pm39L V040 *32PL Pm39LV040 *32TS Pm39LV512 *32PL
Pm39LV512 *32TS Pm49FL002T *32PL Pm49FL002T *32TS

Perfect

E(E)PROM

E(E)PROM

PDT29F040 PDT29F040 *32PL PDT29F512 PDT29F512 *32PL
PE29F002N PE29F002N *32PL PE29F040 PE29F040 *32PL




Quick Pulse
E(E)PROM

E(E)PROM

27010

27040

27128A

27256

27512

2764A

ROCKWELL
E(E)PROM

E(E)PROM

R2764

R2764C

R2764P

[R27C64

R2816

R2816A

ROHM
SPROM

SPROM

BR24A01AFJ-WM *8SOP-J8

BR24A01AF-WM *8SOP

BR24A02FJ-WM *8SOP-J8

BR24A02FVM-WM *8MSOP

BR24A02F-WM *8SOP BR24A04FJ-WM *8SOP BR24A04F-WM *8SOP BR24A08F *8SOP
BR24A08FJ) *8SOP BR24A16F *8SOP BR24A16FJ) *8SOP BR24A32F *8SOP
BR24A64F *8SOP BR24C01 *8MS BR24C01 *8SSO BR24C01A
BR24C01AF *8SO BR24C02 BR24C02 *8MS BR24C02 *8SSOP
BR24C02F *8SO BR24C02N *8SO BR24C04 BR24C04 *8SO
BR24C04 *8SSOP BR24C04F *8S0O BR24C04N *8SO BR24C08

BR24C08 *8MS BR24C08 *8SSO BR24C08A *8SSO BR24C08AN *8SO
BR24C08F *8SO BR24C08FV *8SSOP BR24C16 BR24C16 *8MS
BR24C16 *8SSO BR24C16A *8SSO BR24C16AN *8SO BR24C16F *8SO
BR24C16FV *8SSOP BR24C21 BR24C21F *8SOP BR24C21FJ *8SO
BR24C21FV *8SSOP BR24C32 BR24C32 *8MS BR24C32 *8SSO
BR24C32A *8SSO BR24C32AN *8SO BR24C32F *8S0O BR24C64

BR24C64 *8MS BR24C64 *8SSO BR24C64A *8SSO BR24C64AN *8SO
BR24C64F *8S0O BR24E16 BR24E16F *8SO BR24E16FV *8SSOP
BR24g01FJ-W *8SO BR24g01FVM-W *8MSOP BR24g01FV-W *8SSOP BR24g01F-W *8SO
BR24g01-W BR24902FJ-W *8S0O BR249g02FVM-W *8MSOP BR24902FV-W *8SSOP

BR24g02F-W *850

BR24g02-W

BR24g08FJ-W *8S0

BR24g08FVT-W *8SSOP

BR24g08FV-W *8SSOP BR24g08F-W *8SO BR24908-W BR24g16FJ-W *8S0O
BR24g16FVT-W *8SSOP BR24g16FV-W *8SSOP BR24g16F-W *8SO BR24g16-W
BR24g32FJ-W *8S0O BR24932FVT-W *8SSOP BR24g32FV-W *8SSOP BR24932F-W *8S0O

BR24g32-W

BR24g64FJ-W *8SO

BR24g64FVT-W *8SSOP

BR24g64FV-W *8SSOP

BR24g64F-W *8SO

BR24964-W

BR24L01AFJ-W *8SOP

BR24L01AFVJ-W *8TSSOP

BR24L01AFVM-W *8MSOP

BR24L01AFV-W *8SSOP

BR24L01AF-W *8SOP

BR24L01A-W

BR24L01A-W *8VSON

BR24L02AFJ-W *8SOP

BR24L02AFVJ-W *8TSSOP

BR24L02AFVM-W *8MSOP

BR24L02AFV-W *8TSSOP BR24L02AF-W *8SOP BR24L02A-W BR24L02A-W *8VSON
BR24L04FJ-W *8SOP BR24L04FVJ-W *8TSSOP BR24L04FVM-W *8MSOP BR24L04FVT-W *8TSSOP
BR24L04FV-W *8SSOP BR24L04F-W *8SOP BR24L04-W BR24L04-W *8VSON
BR24L08FJ-W *8SOP BR24L08FVJ-W *8MSOP BR24L08FVM-W *8MSOP BR24L08FVT-W *8TSSOP
BR24L08FV-W *8SSOP BR24L08F-W *8SOP BR24L08-W BR24L08-W *8VSON
BR24L16FJ-W *8SOP BR24L16FVJ-W *8TSSOP BR24L16FVM-W *8MSOP BR24L16FVT-W *8TSSOP
BR24L16FV-W *8SSOP BR24L16F-W *8SOP BR24L16-W BR24L32FJ-W *8SOP
BR24L32FVT-W *8SSOP BR24L32FV-W *8SSOP BR24L32F-W *8SOP BR24L32-W
BR24L64FJ-W *8SOP BR24L64F-W *8SOP BR24L64-W BR24S08FJ-W *8SOP
BR24S08FVJ-W *8TSSOP BR24S08FVM-W *8MSOP BR24S08FVT-W *8TSSOP BR24S08FV-W *8SSOP
BR24S08F-W *8SOP BR24S508-W *8VSON BR24S128F *8SOP BR24S128FJ) *8SOP
BR24S128FV *8SSOP BR24S128FVT *8TSSOP BR24S16FJ-W *8SOP BR24S16FVJ-W *8TSSOP
BR24S16FVM-W *8MSOP BR24S16FVT-W *8TSSOP BR24S16FV-W *8SSOP BR24S16F-W *8SOP
BR24S16-W *8VSON BR24S256F *8SOP BR24S256FJ *8SOP BR24S32FJ-W *8SOP
BR24S32FVJ-W *8TSSOP BR24S32FVM-W *8MSOP BR24S32FVT-W *8TSSOP BR24S32FV-W *8SSOP
BR24S32F-W *8SOP BR24S32-W *8VSON BR24S64F *8SOP BR24S64FJ *8SOP
BR24S64FV *8SSOP BR24S64FVJ *8TSSOP BR24S64FVM *8MSOP BR24S64FVT *8TSSOP

BR24TO1FJ-W *8SO

BR24T01FVJ-W *8TSSOP

BR24T01FVM-W *8MSOP

BR24TO01FVT-W *8SSOP

BR24T01FV-W *8SSOP

BR24TO1F-W *8SO

BR24TOINUX-W *8QFN

BR24T01-W

BR24T02FJ-W *8SO

BR24T02FVJ-W *8TSSOP

BR24T02FVM-W *8MSOP

BR24T02FVT-W *8TSSOP

BR24T02FV-W *8TSSOP

BR24T02F-W *8SO

BR24T02NUX-W *8QFN

BR24T02-W

BR24T04FJ-W *8SO

BR24T04FVJ-W *8TSSOP

BR24T04FVM-W *8MSOP

BR24T04FVT-W *8TSSOP

BR24T04FV-W *8SSOP

BR24TO04F-W *8SO

BR24T04NUX-W *8QFN

BR24T04-W

BR24TO08FJ-W *8SO

BR24T08FVJ-W *8TSSOP

BR24T08FVM-W *8MSOP

BR24TO8FVT-W *8TSSOP

BR24T08FV-W *8SSOP

BR24TO8F-W *8SO

BR24TO8NUX-W *8QFN

BR24T08-W

BR24T128

BR24T128F *8SO

BR24T128FJ) *8SO

BR24T128FV *8SSOP

BR24T128FVJ-W *8TSSOP

BR24T128FVM-W *8MSOP

BR24T128FVT *8TSSOP

BR24T128NUX-W *8QFN

BR24T16FJ-W *8SO

BR24T16FVJ-W *8TSSOP

BR24T16FVM-W *8MSOP

BR24T16FVT-W *8TSSOP

BR24T16FV-W *8SSOP BR24T16F-W *8SO BR24T16NUX-W *8QFN BR24T16-W
BR24T1M BR24T1MF *8SO BR24T1MFJ *8SO BR24T256
BR24T256F *8SO BR24T256FJ] *8SO BR24T256FV *8SSOP BR24T256FVT *8TSSOP

BR24T32FJ-W *8SO

BR24T32FVJ-W *8TSSOP

BR24T32FVM-W *8MSOP

BR24T32FVT-W *8TSSOP




BR24T32FV-W *8SSOP BR24T32F-W *8SO BR24T32NUX-W *8QFN BR24T32-W

BR24T512 BR24T512F *8SO BR24T512F] *8S0O BR24T512FV *8SSOP
BR24T512FVT *8TSSOP BR24T64FJ-W *8S0O BR24T64FVJ-W *8TSSOP BR24T64FVM-W *8MSOP
BR24T64FVT-W *8TSSOP BR24T64FV-W *8SSOP BR24T64F-W *8SO BR24T64NUX-W *8QFN
BR24T64-W BR25010F *8SO BR25010FJ] *8SO BR25010FV *8SSOP
BR25010FVJ *8MS BR25010FVM *8MS BR25010FVT *8TSSOP BR25020F *8SO
BR25020FJ] *8SO BR25020FV *8SSOP BR25020FVJ *8MS BR25020FVM *8MS
BR25020FVT *8TSSOP BR25040F *8SO BR25040F] *8SO BR25040FV *8SSOP
BR25040FVJ *8SSOP BR25040FVM *8SSOP BR25040FVT *8TSSOP BR25080F *8SO
BR25080FJ] *8SO BR25080FV *8SSOP BR25080FVT *8TSSOP BR25160F *8SO
BR25160FJ] *8SO BR25160FV *8SSOP BR25160FVT *8TSSOP BR25320F *8SO
BR25320F] *8SO BR25640F *8SO BR25640F] *8SO BR25H010FJ-W *8SOP

BR25H010F-W *8SOP

BR25H020FJ-W *8SOP

BR25H020F-W *8SOP

BR25H040FJ-W *8SOP

BR25H040F-W *8SOP

BR25H080FJ-W *8SOP

BR25H080F-W *8SOP

BR25H160FJ-W *8SOP

BR25H160F-W *8SOP

BR25H320FJ-W *8SOP

BR25H320F-W *8SOP

BR25L010FJ-W *8SOP

BR25L010FVJ-W *8TSSOP

BR25L010FVM-W *8MSOP

BR25L010FVT-W *8TSSOP

BR25L010FV-W *8SSOP

BR25L010F-W *8SOP

BR25L020FJ-W *8SOP

BR25L020FVJ-W *8TSSOP

BR25L020FVM-W *8MSOP

BR25L020FVT-W *8TSSOP

BR25L020FV-W *8SSOP

BR25L020F-W *8SOP

BR25L040FJ-W *8SOP

BR25L040FVJ-W *8TSSOP

BR25L040FVM-W *8MSOP

BR25L040FVT-W *8TSSOP

BR25L040FV-W *8SSOP

BR25L040F-W *8SOP

BR25L080FJ-W *8SOP

BR25L080FVT-W *8TSSOP

BR25L080FV-W *8SSOP

BR25L080F-W *8SOP

BR25L160FJ-W *8SOP

BR25L160FVT-W *8TSSOP

BR25L160FV-W *8SSOP

BR25L160F-W *8SOP

BR25L320FJ-W *8SOP

BR25L320F-W *8SOP

BR25L640FJ-W *8SOP

BR25L640F-W *8SOP

BR25S128-W *8SOP

BR25S128-W *8SOP-J8

BR25S128-W *8SSOP-B8

BR25S128-W *8TSSOP-B8

BR255256-W *8SOP

BR25S5256-W *8SOP-J8

BR255320-W *8MSOP

BR25S5320-W *8SOP

BR25S320-W *8SOP-J8

BR25S320-W *8SSOP-B8

BR25S320-W *8TSSOP-B8

BR255320-W *8TSSOP-B8J

BR255320-W *8VSON

BR25S640-W *8MSOP

BR255640-W *8SOP

BR25S640-W *8SOP-J8

BR25S640-W *8SSOP-B8

BR25S5640-W *8TSSOP-B8

BR25S640-W *8TSSOP-B8J

BR9010 BR9010 *8SO BR9010 *8SSOP BR9010F *8SO
BR9010FV-W *8SSOP BR9010F-W *8S0O BR9010RFVM-W *8MS BR9010RFV-W *8SSOP
BR9010-W BR9016 BR9016 *8SO BRI016AF-W *8SO
BR9016ARFVM-W *8MS BR9016ARFV-W *8SSOP BR9016F *8SO BR9020

BR9020 *8SO BR9020 *8SSOP BR9020F *8SO BR9020FV-W *8SSOP
BR9020F-W *8SO BR9020RFVM-W *8MS BR9020RFV-W *8SSOP BR9020-W

BR9040 BR9040 *8SO BRI040F *8SO BR9040FV-W *8SSOP
BR9040F-W *8SO BR9040RFVM-W *8MS BR9040RFV-W *8SSOP BR9040-W

BR9080 BR9080 *8SO BRI0BOAF-W *8SO BRI080ARFVM-W *8MS
BR90B0OARFVW *8SSOP BR9Y08OF *8SO BR93A46FJ-W *8SO BR93A46F-W *8SO

BRI3A46RFJ-W *8SO

BRI3A46RF-W *8SO

BRI3A46-TWMNGTP *8SO

BR93A46-WDSETP *8MS

BR93A46-WDWGETP *8SSOP

BR93A56FJ-W *8S0O

BR93AS56F-W *8SO

BR93A56RFJ-W *8SO

BRI3A56RF-W *8SO

BRI3A56-TWMNG6TP *8SO

BRI3A56-WDSETP *8MS

BR93A56-WDW6GTP *8SSOP

BR93AG6FJ-W *8SO

BR93A66F-W *8SO

BR93AG6RFJ-W *8SO

BR93A66RF-W *8S0O

BR93A66-TWMNGTP *8SO

BRI3A66-WDSETP *8MS

BRI3A66-WDWGETP *8SSOP

BR93A76FJ-W *8SO

BR93AT76FJ-WM *8SO

BR93AT76FVJ-M *8S0O

BR93AT76FVJ-WM *8SO

BR93A76FVM-M *8SO

BRI3A76FVM-WM *8SO

BRI3A76FVT-M *8SSOP

BRI3A76FVT-WM *8SSOP

BRI3AT76FV-W *8SO

BR93AT76FV-WM *8SO

BR93A76F-W *8SO

BR93A76F-WM *8SO

BR93AT76RFJ-W *8S0O

BRI3A76RFJ-WM *8SO

BRI3A76RFVJ-M *8SO

BRI3A76RFVJ-WM *8SO

BR93A76RFVM-M *8SO

BR93A76RFVM-WM *8SO

BR93A76RFVT-M *8S0O

BR93A76RFVT-WM *8SO

BR93A76RFV-W *8S0O

BRI3A76RFV-WM *8SO

BRI3A76RF-W *8SO

BRI3A76RF-WM *8SO

BR93A76-TWMNG6TP *8SO

BR93AT76-WDSETP *8MS

BR93A76-WDWG6TP *8SSOP

BR93A86FJ-W *8SO

BR93A86FJ-WM *8S0O

BRI3A86FVJ-M *8SO

BR93A86FVJ-WM *8SO

BRI3A86FVM-M *8SO

BRI3A86FVM-WM *8SO

BR93A86FVT-M *8SO

BR93A86FVT-WM *8S0

BR93A86FV-W *8SO

BR93A86FV-WM *8SO

BRI3A86F-W *8SO

BR93A86F-WM *8SO

BRI3A86RFJ-W *8SO

BRI3A86RFJ-WM *8S0O

BR93A86RFVJ-M *8SO

BR93A86RFVJ-WM *8SO

BR93A86RFVM-M *8SO

BR93A86RFVM-WM *8SO

BRI3A86RFVT-WM *8SO BRI3A86RFV-W *8SO BRI3A86RFV-WM *8SO BRI3AB6RF-W *8SO
BR93A86RF-WM *8SO BR93A86-TWMNG6TP *8SO BR93A86-WDSETP *8MS BR93A86-WDWG6TP *8SSOP
BR93C46 *8MS BR93C46 *8SO BR93C46 *8SSOP BR93C56 *8MS

BR93C56 *8SO BR93C56 *8SSOP BR93C66 *8MS BR93C66 *8SO

BR93C66 *8SSOP BRI93H46RFJ-W *8SO BRI3H46RF-W *8SO BRI3H56RFJ-W *8SO

BR93H56RF-W *8SO

BR93HG66RFJ-W *8SO

BR93HG66RF-W *8SO

BR93H76FJ-W *8SO

BRI3H76FJ-WC *8SO

BR93H76FVJ-C *8SO

BRI3H76FVJ-WC *8SO

BR93H76FVM-C *8S0O

BR93H76FVM-WC *8SO

BR93H76FVT-C *8SSOP

BRO3H76FVT-WC *8SSOP

BR93H76FV-W *8SO

BRI3H76FV-WC *8SO

BRI3H76F-W *8SO

BR93H76F-WC *8SO

BRI93H76RFJ-W *8SO

BR93H76RFJ-WC *8SO

BR93H76RFVJ-C *8SO

BR93H76RFVJ-WC *8SO

BR93H76RFVM-C *8SO

BRI3H76RFVM-WC *8SO

BR93H76RFVT-C *8SSOP

BRI3H76RFVT-WC *8SSOP

BRI3H76RFV-W *8SO

BR93H76RFV-WC *8SO

BR93H76RF-W *8S0O

BR93H76RF-WC *8S0

BR93H76-TWMNG6TP *8SO

BR93H76-WDS6ETP *8MS

BR93H76-WDW6TP *8SSOP

BRI3H86FJ-W *8SO

BR93H86FJ-WC *8SO

BR93HB86FVJ-C *8SO

BR93H86FVJ-WC *8SO

BR93H86FVM-C *8S0

BR93H86FVM-WC *8SO

BRI3HB6FVT-C *8SO

BRI93H86FVT-WC *8SO

BRI3HB6FV-W *8SO

BRI93HB86FV-WC *8SO

BR93HB86F-W *8SO

BR93H86F-WC *8SO

BR93H86RFJ-W *8SO

BR93H86RFJ-WC *8SO

BR93H86RFVJ-C *8SO

BRI93HB86RFVJ-WC *8SO

BRI3HB86RFVM-C *8SO

BR93HB86RFVM-WC *8SO

BR93H86RFVT-C *8S0O

BR93H86RFVT-WC *8SO

BR93HB6RFV-W *8SO

BR93H86RFV-WC *8SO

BRI3H86RF-W *8SO

BR93H86RF-WC *8S0O

BR93H86-TWMNGTP *8SO

BR93H86-WDSETP *8MS

BR93H86-WDWGETP *8SSOP

BR93L46FJ-W *8SO

BRO3L46FV-W *8SSOP

BR93L46F-W *8SO

BRI3L46RFJ-W *8SO BRI3L46RF-W *8SO BRI3L46-W BRI3L56
BRO3L56F *8SO BR9O3L56FJ-W *8SO BRO3L56FV-W *8SSOP BRI3L56RF *8SO
BRI3L56RFJ-W *8SO BRI3L56RFV-W *8SSOP BRI3L56-W BRI3L66
BRO3L66F *8SO BRI3L66FJ-W *8SO BRO3L66FV-W *8SSOP BRI3L66RF *8SO
BRI3L66RFJ-W *8SO BRI3L66RFV-W *8SSOP BRI3L66-W BRI3L76FJ-W *8SO




BRO3L76FJ-WM *8SO

BR9I3L76FVJ-M *8S0O

BRO3L76FVJ-WM *8SO

BR93L76FVM-M *8S0O

BRI3L76FVM-WM *8SO

BRI3L76FVT-M *8SSOP

BRI3L76FVT-WM *8SSOP

BRI3L76FV-W *8SO

BRO3L76FV-WM *8SO

BRO3L76F-W *8SO

BRO3L76F-WM *8SO

BR9I3L76RFJ-W *8S0O

BRI3L76RFJ-WM *8SO

BRI3L76RFVJ-M *8SO

BRI3L76RFVJ-WM *8SO

BRI3L76RFVM-M *8SO

BRO3L76RFVM-WM *8SO

BRI3L76RFVT-M *8SSOP

BRO3L76RFVT-WM *8SSOP

BRI3L76RFV-W *8S0O

BRI3L76RFV-WM *8SO

BRI3L76RF-W *8SO

BRI3L76RF-WM *8S0O

BRI3L76-TWMNG6TP *8SO

BRO3L76-WDSGTP *8MS

BRO3L76-WDWG6GTP *8SSOP

BRO3L86FJ-W *8SO

BR93L86FJ-WC *8S0O

BRI3L86FVJ-C *8SO

BRI3L86FVJ-WC *8S0O

BRI3L86FVM-C *8SO

BRI3L86FVM-WC *8SO

BRO3L86FVT-C *8SO

BR9O3L86FVT-WC *8SO

BRO3L86FV-W *8SO

BR9I3L86FV-WC *8S0O

BRI3L86F-W *8SO

BR93L86F-WC *8SO

BRI3L86RFJ-WC *8SO

BRI3L86RFVJ-C *8SO

BRO3L86RFVJ-WC *8SO

BR93L86RFVM-C *8SO

BRO3L86RFVM-WC *8SO

BR9I3L86RFVT-C *8SO

BRI3LB6RFVT-WC *8SO

BRI3L86RFV-W *8SO

BRI3L8B6RFV-WC *8SO

BRI3L86RF-WC *8SO

BRO3L86-TWMNG6TP *8SO

BR93L86-WDS6TP *8MS

BRO3L86-WDWGETP *8SSOP

BR9O3LC46

BRY3LC46F *8S0 BRY3LC46RF *8S0 BRY3LC56 BRY3LC56F *8S0
BR93LCE6RF *850 BR9Y3LC66 BRI3LC66F *8S0 BR9Y3LC66RF *850
BRY3LL46F *850
RICOH
E(E)PROM
E(E)PROM

[27C256 [27C32 [27C64
RENESAS
SPROM E(E)PROM
SPROM
HN58W241000FPIE *8SSOP HN58X128FPIE *850 HN58X2402! HN58X2402SFPIAGE *850
HN58X2404 HN58X2404FPIAGE *850 HN58X2408 HN58X2408FPI *850

HN58X2408FPIAG *8SO

HN58X2408FPIE *8SO

HN58X2408SFPIE *8SO

HN58X2408STIE *8SSOP

HN58X2408T1 *8SSOP

HN58X2408TIE *8SSOP

HN58X24128FPIE *8SO

HN58X2416

HN58X2416FP1 *8SO

HN58X2416FPIAG *8SO

HN58X2416FPIE *8SO

HN58X2416NIR *8SON

HN58X2416SFPIE *8SO

HN58X2416STIE *8SSOP

HN58X2416TI *8SSOP

HN58X2416TIE *8SSOP

HN58X24256FPIE *8SO

HN58X2432

HN58X2432FP1 *8SO

HN58X2432FPIAG *8SSOP

HN58X2432FPIE *8S0O

HN58X2432TI1 *8SSOP

HN58X2432TIE *8SSOP

HN58X24512FPIE *8SSOP

HN58X2464

HN58X2464FP1 *8SO

HN58X2464FPIAG *8SO

HN58X2464FPIE *8SO

HN58X2464T1 *8SSOP

HN58X2464TIE *8SSOP

HN58X2502FP1 *8SO

HN58X2502FPIE *8SO

HN58X2502NI1 *8SON

HN58X2502T1 *8SSOP

HN58X2502TIE *8SSOP

HN58X2504FP1 *8SO

HN58X2504FPIE *8SO

HN58X2504N1 *8SON

HN58X2504T1 *8SSOP

HN58X2504TIE *8SSOP

HN58X2508FPIE *8SO

HN58X2508TIE *8SSOP

HN58X2516FPIE *8SO

HN58X2516TIE *8SSOP

HN58X2532FP1 *8SO

HN58X2532FPIE *8SO

HN58X2532T1 *8SSOP

HN58X2532TIE *8SSOP

HN58X2564FP1 *8SO

HN58X2564FPIE *8SO

HN58X2564NI1 *8SON

HN58X2564T1 *8SON

HN58X2564T1 *8SSOP

HN58X2564TIE *8SSOP

HN58X256FPIE *8SO

HN58X512FPIE *8SSOP

R1EX24002ASA00A *8S0 R1EX24002ASA001 *8S0 R1EX24002ASAS0A *850 R1EX24002ASAS0I *850
R1EX24002ATA00A *8TSSO R1EX24002ATA00I *8TSSO R1EX24002ATASOA *8TSSO R1EX24002ATASOI *8TSSO
R1EX24004ASA00A *8S0 R1EX24004ASA001 *8S0 R1EX24004ASAS0A *850 R1EX24004ASAS0I *850
R1EX24004ATA00A *8TSSO R1EX24004ATA00I *8TSSO R1EX24004ATASOA *8TSSO R1EX24004ATASOI *8TSSO
R1EX24008ASA00A *8S0 R1EX24008ASA001 *8S0 R1EX24008ASAS0A *850 R1EX24008ASAS0I *850
R1EX24008ATA00A *8TSSO R1EX24008ATA00I *8TSSO R1EX24008ATASOA *8TSSO R1EX24008ATASOI *8TSSO
R1EX24016ASA00A *8S0 R1EX24016ASA001 *8S0 R1EX24016ASAS0A *850 R1EX24016ASAS0I *850
R1EX24016ATA00A *8TSSO R1EX24016ATA00I *8TSSO R1EX24016ATASOA *8TSSO R1EX24016ATASOI *8TSSO
R1EX24032ASA00A *8TSSO R1EX24032ASA001 *8S0 R1EX24032ASAS0A *850 R1EX24032ASAS0G *8S0
R1EX24032ASAS0l *8SO R1EX24032ATA00A *8TSSO R1EX24032ATA00I *8TSSO R1EX24032ATASOA *8TSSO
R1EX24032ATASOG *8TSSO R1EX24032ATASOI *8TSSO R1EX24064ASA00A *8S0 R1EX24064ASA001 *8S0
R1EX24064ASAS0A *8S0 R1EX24064ASAS0I *8SO R1EX24064ATA00A *8TSSO R1EX24064ATA00I *8TSSO
R1EX24064ATASOA *8TSSO R1EX24064ATASOI *8TSSO R1EX24128ASA00A *8S0 R1EX24128ASA001 *8S0
R1EX24128ASAS0A *8S0 R1EX24128ASAS0I *8S0 R1EX24128ATA00A *8TSSO R1EX24128ATA00I *8TSSO
R1EX24128ATASOA *8SSOP R1EX24128ATASOI *8TSSO R1EX24256ASA00A *8S0 R1EX24256ASA001 *8S0
R1EX24256 ASAS0A *8S0 R1EX24256ASAS0I *8S0 R1EX24256 ATAO0A *8TSSO R1EX24256ATA00I *8TSSO
R1EX24256ATASOI *8TSSO R1EX24512ASA00A *850 R1EX24512ASA001 *8S0 R1EX24512ASAS0A *8SSOP
R1EX24512ASAS0l *8SO R1EX24512ATA00A *8TSSO R1EX24512ATA00I *8TSSO R1EX24512ATASOI *8TSSO
R1EX25032ASA00A *8S0 R1EX25032ATA00A *8S0 R1EX25064ASA00A *8S0 R1EX25064ATA00A *8S0
E(E)PROM

HN27128AP HN27256 HN27256G HN27256P

HN27512 HN27512G HN27512P HN27C101AG

HN27C101AP HN27C101G HN27C101P HN27C256

HN27C256A HN27C256AG HN27C256G HN27C256H

HN27C256HG HN27C4001G HN27C64G HN28F101

HNZ28F101 *32SOP HN28F101C *32PL HN28F101CP *32PL HN28F101P

HN28F101P *32SOP HN58064 HN58C256AFP *2850P HN58C256AP

HN58C256AT *28TS HN58C65 HN58C66 HN58C66 *28SOP




HN58S256AT *28TS HN58S65AT *28TS HN58V256AFP *28SOP HN58V256AP
HN58V256AT *28TS HN58V65AFP *28S0P HN58V65AP HN58V6E5AT *28TS
HN58V66AFP *28SOP HN58V66AP HN58V66AT *28TS

RAMTRON

SPROM E(E)PROM

SPROM

FM24C04 FM24C04A-G *8SO FM24C04A-S *8SO FM24C04B *850
FM24C04C *850 FM24C04S *8S0 FM24C16 FM24C16A-G *8S0
FM24C16A-S *8SO FM24C16B *850 FM24C16C *8SO FM24C16S *8SO
FM24C256-G *8S0 FM24C256-SE *8S0 FM24C512-G *8S0 FM24C64
FM24C64B *8SO FM24C64C *850 FM24C64-G *8SO FM24C64S *8S0
FM24CL04B *8S0 FM24CL04-G *8S0 FM24CL04-S *850 FM24CL16B *8SO
FM24CL16-G *8SO FM24CL16S *8SO FM24CL64B *8SO FM24CL64B-GA *8SO
FM24CL64-G *8SO FM24CL64S *8S0 FM24V01 *850 FM24V02 *8S0
FM24V05 *8SO FM24V/10 *8SO FM24W256 *8SO FM24W256 *8SOP
FM25040 FM25040A-G *850 FM25040A-S *8S0 FM25040S *850
FM25160 FM25160S *8SO FM25256-G *8SO FM25256-S *8SO
FM25640 FM25640-G *850 FM25640S *8S0 FM25C160
FM25C160G *8SO FM25C160GA *8SO FM25C160S *8SO FM25CL04
FM25CL04S *8SO FM25CL64 FM25CL64-G *8SO FM25CL64S *8S0
FM25H20-DG *8DFN FM25L04-G FM25L04-S *850 FM25L16-G *8SO
FM25L.256 *8SO FM25L.256-G *850 FM25L256-GC *8S0 FM25L.256-S *8S0

FM25L.256-SC *8SO

FM25LV512-DG *8SO

E(E)PROM

[Fm1608

RATO
SPROM

SPROM

RT24A02P

RT24A02S *8SO

RT24A04P

RT24A04S *8SO

RT24A08P

RT24A08S *8SO

RT93LC46

RT93LC46 *8SO

RT93LC46(x8)

RT93LC46(x8) *8SO

RAYDIUM
SPROM

SPROM

RM24C02 *8SO

RM24C04 *8SO

RM24C08 *8SO

RM24C128 *8SO

RM24C16 *8SO

RM24C32 *8S0O

RM24C64 *8SO

SONY
E(E)PROM

E(E)PROM

CXK27C1000

CXK27C1000DQ

CXK27C1001

CXK27C1001DQ

CXK27C2001

CXK27C2001DQ

CXK27C256

CXK27C4001

CXK27C4001DQ

CXK27C512

SMOS
E(E)PROM

E(E)PROM

27128H

27C256H

[27C64H

[sPm27128C

SPM27C64

SIGNETICS
MPU

MPU

E(E)PROM

[87C504

[s7C51

[87C51FA

[s7C51FB




87C52 87C575 [87C576 [87C652
87C654

E(E)PROM

27C010 27C010 *32PL 27C210 27C256
27C256B 27C256F 27C512 27C64
27C64A 27C64AF

SIEMENS

SPROM MPU

SPROM

SDA25X86-5 *850 SDE25X26 A2 SDE25X26-5 A2G *850 SLA24C01-D
SLA24C01-S *850 SLA24C02-D SLA24C02-S *850 SLA24C04-D
SLA24C04-S *850 SLA24C08-D SLA24C08-S *850 SLA24C16-D
SLA24C16-S *850 SLA24C32-D SLA24C32-S *850 SLA24C64-D
SLA24C64-S *850 SLE24C01-D SLE24C01-S *850 SLE24C02-D
SLE24C02-S *850 SLE24C04-D SLE24C04-S *850 SLE24C08-D
SLE24C08-S *850 SLE24C16-D SLE24C16-S *850 SLE24C32-D
SLE24C32-S *850 SLE24C64-D SLE24C64-S *850

MPU

[SAB-C501G-1EN *44PLCC

[SAB-C501G-1EP

[SAF-C501G-1EN *44PLCC

[SAF-C501G-1EP

SIMTEK

E(E)PROM

E(E)PROM

STK10C48 STK10C68 STK11C48 STK11C68

STK11C88 STK12C68 STK15C68 STK15C88

STK16C68 STK16C88 STK1743 STK1744

STK22C48 STK25C48 STK25CA8

SGS-THOMSON

SPROM E(E)PROM

SPROM

M24128 M24128-A M24128-AMN *8SO M24128-B
M24128-BMN *8S0 M24128-BR M24128-BRMN *8SO M24128-MN *8S0
M24128-MW *8SOP M24128-R M24128-RMN *8S0 M24164

M24164-MN *8SO M24256 M24256-A M24256-AMN *8S0
M24256-AW M24256-AWMN *8S0 M24256-B M24256-BMN *8S0
M24256-BR M24256-BRMN *8S0 M24256-BW M24256-BWMN *8S0
M24256-MN *8SO M24256-MW *8SOP M24256-R M24256-RMN *8S0
M24512 M24512-MW *8SOP M24C01 M24C01-DW *8SSOP
M24C01-MN *850 M24C01-MW *8SSOP M24C01-R M24C01-RDW *8SSOP

M24C01-RMN *8SO

M24C01-RMW *8SSOP

M24C01-SDW *8SSOP

M24C01-SMW *8SSOP

M24C01-W M24C01-WDW *8SSOP M24C01-WMN *8SO M24C01-WMW *8SSOP
M24C02 M24C02-DW *8SSOP M24C02-MN *8SO M24C02-MW *8SSOP
M24C02-R M24C02-RDW *8SSOP M24C02-RMN *8SO M24C02-RMW *8SSOP
M24C02-SDW *8SSOP M24C02-SMW *8SSOP M24C02-W M24C02-WDW *8SSOP
M24C02-WMN *8SO M24C02-WMW *8SSOP M24C04 M24C04-DW *8SSOP
M24C04-MN *8SO M24C04-MW *8SSOP M24C04-R M24C04-RDW *8SSOP

M24C04-RMN *8SO

M24C04-RMW *8SSOP

M24C04-SDW *8SSOP

M24C04-SMW *8SSOP

M24C04-W M24C04-WDW *8SSOP M24C04-WMN *8SO M24C04-WMW *8SSOP
M24C08 M24C08-DW *8SSOP M24C08-MN *8SO M24C08-MW *8SSOP
M24C08-R M24C08-RDW *8SSOP M24C08-RMN *8SO M24C08-RMW *8SSOP
M24C08-SDW *8SSOP M24C08-SMW *8SSOP M24C08-W M24C08-WDW *8SSOP
M24C08-WMN *8SO M24C08-WMW *8SSOP M24C128 M24C128-RBN

M24C128-RMN *8SO

M24C128-RMW *8SSOP

M24C128-WBN

M24C128-WMN *8SO

M24C128-WMW *8SSOP

M24C16

M24C16-DW *8SSOP

M24C16-MN *8SO

M24C16-MW *8SSOP

M24C16-R

M24C16-RDW *8SSOP

M24C16-RMN *8SO

M24C16-RMW *8SSOP

M24C16-SDW *8SSOP

M24C16-SMW *8SSOP

M24C16-W

M24C16-WDW *8SSOP

M24C16-WMN *8SO

M24C16-WMW *8SSOP

M24C256

M24C256-RBN

M24C256-RMN *8SO

M24C256-RMW *8SSOP

M24C256-WBN

M24C256-WMN *8SO

M24C256-WMW *8SSOP

M24C32

M24C32-DW *8SSOP

M24C32-MN *8SO

M24C32-MW *8SSOP

M24C32-R

M24C32-RDW *8SSOP




M24C32-RMN *850 M24C32-RMW *8SSOP M24C32-5 M24C32-SDW *8SSOP
M24C32-SMN *8S0 M24C32-SMW *8SSOP M24C32-W M24C32-WDW *8SSOP
M24C32-WMN *850 M24C32-WMW *8SSOP M24C64 M24C64-DW *85S0OP
M24C64-MN *8S0 M24C64-MW *8SSOP M24C64-R M24C64-RDW *8SSOP
M24C64-RMN *850 M24C64-RMW *8SSOP M24C64-5 M24C64-SDW *8SSOP
M24C64-SMN *8S0 M24C64-SMW *8SSOP M24C64-W M24C64-WDW *8SSOP
M24C64-WMN *850 M24C64-WMW *8SSOP M25P05 *850 M25P05 *8SOP
M25P10 *8S0 M25P10 *3SOP M25P16VME *8MLP M25P20 *850

M25P20 *8SOP M25P32VME *8MLP M25P40 *850 M25P40 *8SOP
M25P80 *3SOP M35080 M35080 *8S0 M35080-BN3T
M35080-BN6T M35080-MN3T *850 M35080-MNGBT *850 M35160

M35160 *8S0 M35160-BN3T M35160-BN3T *850 M35160-BN6T
M35160-BN6T *8S0 M35P08 M355W08 *850 M355W08 *8TSSOP
M35SW08-W *8S0 M35SW08-W *8TSSOP M35SW16 *8S0 M35SW16 *8TSSOP
M35SW16-W *850 M35SW16-W *8TSSOP M93C06 MO3C06(x8)
M93C06-MN *8S0 M93C06-MN(x8) *850 M93C06-R M93C06-R *8S0
MO3C06-R(x8) M93C06-R(x8) *850 MO3C06-T *850 M93C06-T(x8) *850
M93C06-TR *850 M93C06-TR(x8) *8S0 M93C46 M93C46(x8)
MO3C46-MN *850 M93C46-MN(x8) *850 MO3C46-R M93C46-R *850
M93C46-R(x8) M93C46-R(x8) *8S0 MO3C46-T *850 M93C46-T(x8) *8S0
MO3C46-TR *850 M93C46-TR(x8) *850 M93C56 MO3C56(x8)

M93C56B M93C56-MN *850 M93C56-MN(x8) *350 M93C56-R

MO3C56-R *8SO MO3C56-R(x8) MO3C56-R(x8) *8SO M93C56-T *850
M93C56-T(x8) *8S0 M93C56-TR *850 M93C56-TR(x8) *850 M93C66

MO3C66(x8) M93C66-MN *850 MO3C66-MN(x8) *850 M93C66-R

M93C66-R *8S0 M93C66-R(x8) MO3C66-R(x8) *8SO M93C66-T *8S0
MO3C66-T(x8) *850 M93C66-TR *850 MO3C66-TR(x8) *850 M93C76

MO3C76(x8) M93C76-MN *850 M93C76-MN(x8) *350 M93C76-R

MO3C76-R *8S0 MO3C76-R(x8) MO3C76-R(x8) *8SO MO3C76-T *850
MO3C76-T(x8) *850 M93C76-TR *850 MO3C76-TR(x8) *850 M93C86

MO3C86(x8) M93C86-MN *850 MO3C86-MN(x8) *850 M93C86-R

M93C86-R *850 M93C86-R(x8) MO3C86-R(x8) *8S0 M93C86-T *8S0
MO3C86-T(x8) *850 M93C86-TR *850 MO3C86-TR(x8) *850 M93546

M93546-MN *8S0 M93S46-R M93546-RMN *8S0 M93S46-W
MO3546-WMN *8S0 M93556 MO3556-MN *850 M93356-R
M93556-RMN *8S0 M93S56-W M93556-WMN *8SO M93566

MO3566-MN *850 MO3366-R M93566-RMN *850 M93366-W
M93566-WMN *8S0 M95010 M95010 *8S0 M95010-R

M95010-R *850 M95010-R *85SOP M95010-S M95010-S *850
M95010-W M95010-W *850 M95010-W *8SSOP M95020

M95020 *8S0 M95020 *8SSOP M95020-R M95020-R *850
M95020-R *85SOP M95020-S M95020-S *8S0 M95020-W

M95020-W *8S0 M95020-W *85SOP M95040 M95040 *850
M95040-R M95040-R *850 M95040-R *85SOP M95040-S

M95040-S *8SO M95040-W MO5040-W *8S0 M95040-W *8SSOP
M95080 M95080 *850 M95080 *8SSOP M95080-BN
M95080-DW *83SOP M95080-MN *8SO MO5080-R M95080-R *850
M95080-S M95080-S *850 M95080-SBN M95080-SDW *8SSOP
M95080-SMN *850 M95080-V M95080-VBN M95080-VDW *8SSOP
M95080-VMN *8S0 M95080-W M95080-WBN M95080-WDW *85SOP
M95080-WMN *8S0 M95128 M95128 *8S0 M95128-BN
M95128-DW *8SSOP M95128-MN *8SO M95128-R M95128-R *850
M95128-SBN M95128-SDW *85SOP M95128-SMN *8S0 M95128-VBN
M95128-VDW *8SSOP M95128-VMN *850 M95128-W M95128-W *850
M95128-WBN M95128-WDW *8SSOP M95128-WMN *8S0 M95160

M95160 *8S0 M95160-BN M95160-DW *8SSOP M95160-MN *8SO
MO5160-R M95160-R *850 M95160-S M95160-S *850
M95160-SBN M95160-SDW *85SOP M95160-SMN *350 M95160-V
M95160-VBN M95160-VDW *8SSOP M95160-VMN *850 M95160-W

M95160-W *8SO M95160-WBN M95160-WDW *8SSOP M95160-WMN *8S0
M95256 *8SOP M95256-BN MO5256-DW *83SOP M95256-MN *8SO
M95256-R M95256-R *850 M95256-R *8SOP M95256-SBN
M95256-SDW *8SSOP M95256-SMN *850 M95256-V *8SOP M95256-VBN

M95256-VDW *8SSOP M95256-VMN *8SO M95256-W M95256-W *8SO
M95256-W *8SOP M95256-WBN M95256-WDW *8SSOP M95256-WMN *8SO
M95320 M95320 *8SO M95320-BN M95320-DW *8SSOP
M95320-MN *8SO M95320-R M95320-R *8SO M95320-S

M95320-S *8SO M95320-SBN M95320-SDW *8SSOP M95320-SMN *8SO
M95320-V M95320-VBN M95320-VDW *8SSOP M95320-VMN *8S0O
M95320-W M95320-W *8SO M95320-WBN M95320-WDW *8SSOP
M95320-WMN *8SO M95640 M95640 *8SO M95640-BN
M95640-DW *8SSOP M95640-MN *8SO M95640-R M95640-R *8SO
M95640-S M95640-S *8SO M95640-SBN M95640-SDW *8SSOP
M95640-SMN *8SO M95640-V M95640-VBN M95640-VDW *8SSOP
M95640-VMN *8SO M95640-W M95640-W *8S0O M95640-WBN
M95640-WDW *8SSOP M95640-WMN *8SO ST24164 ST24164M *8SO
ST24C01 ST24C01M *8SO ST24CO01R ST24C01RM *8SO
ST24C02 ST24C02M *8SO ST24C02R ST24C02RM *8SO




ST24C04 ST24C04M *8SO ST24C04R ST24C04RM *8SO
ST24C08 ST24C08M *8SO ST24C08R ST24C08RM *8SO
ST24C16 ST24C16M *8SO ST24E16 ST24E16M *8S0
ST24FC21B ST24FC21M *8S0 ST24LC21BB ST24LC21BM *8S0
ST24W01 ST24WO0IM *8SO ST24W02 ST24W02M *8S0
ST24W04 ST24W04M *8SO ST24W08 ST24W08M *8S0
ST24W16 ST93C06 ST93C06(x8) ST93C06C
ST93C06C(x8) ST93CO6CM *8SO ST93C06CM(x8) *8SO ST93C06M *8SO
ST93C06M(x8) *850 ST93C46A ST93C46A(x8) ST93C46AM *8S0
ST93C46AM(x8) *8S0 ST93C46C ST93C46C(x8) ST93C46CM *8SO
ST93C46CM(x8) *8SO ST93C46T ST93C46T(x8) ST93C46TM *8SO
ST93C46TM(x8) *8S0 ST93C47C ST93C47C(x8) ST93C47CM *8SO
ST93C47CM(x8) *8SO ST93C47T ST93C47T(x8) ST93C47TM *8SO
ST93C47TM(x8) *8S0 ST93C56 ST93C56(x8) ST93C56C
ST93C56C(x8) ST93C56CM *8S0 ST93C56CM(x8) *8SO ST93C56M *8SO
ST93C56M(x8) *8SO ST93C57C ST93C57C(x8) ST93C57CM *8SO
ST93C57CM(x8) *8SO ST93C66 ST93C66(x8) ST93C66M *8SO
ST93C66M(x8) *8SO ST93C67T ST93C67T(x8) ST93C67TM *8SO
ST93C67TM(x8) *8S0 ST93C86 ST93C86(x8) ST93C86-MN *8SO
ST93C86-MN(x8) *850 ST93CS46 ST93CS46M *8SO ST93CS47
ST93CS47M *8S0 ST93CS56 ST93CS56M *8S0 ST93CS57
ST93CS57M *8S0 ST93CS66 ST93CS67
E(E)PROM
M27128A M27256 M27256A M2732A
M27512 M2764 M2764A M27C1000
M27C1000 *32PL M27C1001 M27C1001 *32PL M27C1024
M27C1024B M27C1024F M27C2001 M27C2001 *32PL
M27C201 M27C256 M27C256B M27C4001
M27C4001 *32PL M27C405 M27C405 *32PL M27C512
M27C64 M27C64A M27C801 M27V101
M27V102F M27V201 M27V256 M27V401
M27V405 *32PL M27V512 M27V801 M27W101 *32PL
M27W201 *32PL M27W401 *32PL M27W402K M27W801 *32PL
M28010 M28010 *32PL M28010R M28010R *32PL
M28010W M28010W *32PL M28256 M28256 *2850IC
M28256 *28TS M28256-xxW M28256-xxW *28SO0IC M28256-xxW *28TS
M28C16A M28C16A *28TS M28CL6A-XXW *28TS M28C17
M28CL7A M28C17A *28S0IC M28CL17A-XXW M28C17A-xxW *28S0IC
M28C64 M28C64 *28501C M28C64 *28TS M28C64C
M28C64C *28S0IC M28C64C *28TS M28C64X M28C64X *28S0IC
M28C64X *28TS M28C64-xxW M28C64-xxW *28501C M28C64-xxW *28TS
M28F101 M28F101 *32PL M28F201 *32PL M28F256
M28F256 *32PL M28F512 M28F512 *32PL M28L\V/64
M28LV64 *28S0IC M28LV64 *28TS M28W201K M29F002B
M29F002B *32PL M29F002BB M29F002BB *32PL M29F002BNT
M29F002BNT *32PL M29F002BT M29F002BT *32PL M29F002NT
M29F002NT *32PL M29F002T *32PL M29F010B M29F010B *32PL
M29F040B M29F040B *32PL M29F512B *32PL M29W010B
M29WO010B *32PL M29W022BB *32PL M29W022BB *32TS M29W022BT *32PL
M29W022BT *32TS M29W040B *32PL M29W512B *32PL M29W512B *32TS
M48T02 M48T02B M48T08 M48T08B
M48T12 M48T128 M48T18 M48T18B
M48Z02 M48Z02B M48Z08 M48Z12
M48Z12B M48Z18 M50FLWO40A *32PL M50FLWO40A *32TS
MB50FLWO80B *32TS M50FWO020K *32PL MB50FWO040K *32PL M50FWOS0K *32PL
M50FWO8BONB *32TS M50LPWO002K *32PL M50LPWO12K *32PL M50LPWO020K *32PL
MB50LPWO40K *32PL M50LPWOS0K *32PL M87C257 MK48C02A
MK48C12A MK48202 MK48208 MK48232
TS27C256
SEEQ
E(E)PROM
E(E)PROM

27256]27C256 DQ2804 DQ2804A
DQ2816A DQ2816AH DQ2817A DQ2817AH
DQ2864 DQ2864A DQ2864H DQ28C256
DQ28C256A DQ28C64 DQ28C64A DQ28C65
DQ28HC64 DQ28HC64H DQ28HC65 DQ5516A

DQ5517A




SEIKO

SPROM E(E)PROM

SPROM

S_93A86A *8S0 S-24C01ADP S-24C01AF] *8S0 S-24C01BDP
S-24C01BFJ *8S0 S-24C02ADP S-24C02AFJ] *850 S-24C02BDP

S-24C02BFJ *8S0 S-24C02BPPHL *8SNT S-24C04ADP S-24C04AF] *8SO
S-24C04BDP S-24C04BFJ *8SO S-24C08ADP S-24C08AFJ *8SO
S-24C16ADP S-24C16AF] *8SO S-24CS01ADP S-24CS01AFJ-TB *8SO

S-24CS01AFJ-TBH *8SO

S-24CS01AFT-TB *8SSOP

S-24CS01AFT-TBH *8SSOP

S-24CS01APH-TF-G *8SNT

S-24CS02ADP

S-24CS02AFJ-TB *8SO

S-24CS02AFJ-TBH *8SO

S-24CS02AFT-TB *8SSOP

S-24CS02AFT-TBH *8SSOP

S-24CS02APH-TF-G *8SNT

S-24CS04ADP

S-24CS04AFJ-TB *8SO

S-24CS04AFJ-TBH *8S0O

S-24CS04AFT-TB *8SSOP

S-24CS04AFT-TBH *8SSOP

S-24CS04APH-TF-G *8SNT

S-24CS08ADP-1

S-24CS08AFJ-TB-1 *8SO

S-24CS08AFJ-TBH-1 *8SO

S-24CS08AFT-TB-1 *8SSOP

S-24CS08AFT-TBH-1 *8SSOP

S-24CS08APH-TF-G-1 *8SNT

S-24CS16A01-D8S1

S-24CS16A01-J8T1 *8SO

S-24CS16A01-T8T1 *8SSOP

S-24CS64A01-J8T1 *8SO

S-24CS64A01-T8T1 *8SSOP

S-24CV16ADP

S-24CV16AF] *8SO

S-24CV16AFT *8SSOP

S-24CV64ADP *8SO

S-24CV64AF] *8S0O

S-24CV64AFT *8SSOP

S-29130ADFJX *8SO

S-29130ADPX

S-29130AFJX *8SO

S-29131ADPX

S-29131AFJX *8SO

S-2914

S-2914 *8S0O

S-2914 *8SSOP

S-2914A

S-2914A *8SO

S-2914A *8SSOP

S-2914R

S-2914R *8SO

S-2914R *8SSOP

S-29220ADFJX *8S0O

S-29220ADPX

S-29220AFJX *8SO

S-29221ADPX

S-29221AFJX *8SO

S-29230ADFJX *8S0O

S-29230ADPX

S-29230AFJX *8SO

S-29231ADPX

S-29231AFJX *8SO

S-2924

S-2924A

S-29330ADFJX *8SO

S-29330ADPX

S-29330AFJX *8SO

S-29331ADPX

S-29331AFJX *8SO

S-29L130ADFE *8SO

S-29L130AFE *8SO

S-29L130AFS *8SSOP

S-29L131ADFE *8SO

S-29L131AFS *8SSOP

S-29L220ADFE *8SO

S-29L220AFE *8SO

S-29L220AFS *8SSOP

S-29L221ADFE *8SO

S-29L221AFS *8SSOP

S-29L330ADFE *8SO

S-29L330AFE *8SO

S-29L330AFS *8SSOP

S-29L331ADFE *8S0O

S-29L331AFS *8SSOP

S-29U130ADFE *8SO

S-29U130AFS *8SSOP

S-29U131ADFE *8SO

S-29U131AFS *8SSOP

S-29U220ADFE *8SO

S-29U220AFS *8SSOP

S-29U221ADFE *8SO

S-29U221AFS *8SSOP

S-29U330ADFE *8SO

S-29U330AFS *8SSOP

S-29U331ADFE *8SO

S-29U331AFS *8SSOP

S-297330A *8SO

S-29Z330A *8SSOP

S93A46ADOA-J8T2 *8SO

S93A56ADOA-J8T2 *8SO

S93A66ADOA-J8T2 *8SO

S-93C46ADP

S-93C46AFJ *8S0O

S-93C46AFT *8SSOP

S-93C46AMFEN *8MS

S-93C46BDOH-J8T2 *8SO

S-93C46BDOH-T8T2 *8SSOP

S-93C46BD0I-D8S1

S-93C46BDO0I-18T1G *8SNT

S-93C46BD0I-J8T1 *8SO

S-93C46BD0I-T8T1 *8SSOP

S-93C56ADP

S-93C56AFJ *8S0O

S-93C56AFT *8SSOP

S-93C56AMFEN *8MS

S-93C56BDOH-J8T2 *8SO

S-93C56BDOH-T8T2 *8SSOP

S-93C56BD0I-D8S1

S-93C56BDOI-18T1G *8SNT

S-93C56BDOI-J8T1 *8SO

S-93C56BDO0I-T8T1 *8SSOP

S-93C66ADP

S-93C66AF] *8SO

S-93C66AFT *8SSOP

S-93C66AMFN *8MS

S-93C66BD0OH-J8T2 *8SO

S-93C66BDOH-T8T2 *8SSOP

S-93C66BD0I-D8S1

S-93C66BDOI-18T1G *8SNT

S-93C66BDO0I-J8T1 *8SO

S-93C66BDOI-T8T1 *8SSOP

S-93C76ADFJ-TB *8SO

S-93C76ADFJ-TBH *8S0O

S-93C76ADP S-93C76AFT-TB *8SSOP S-93C86BD4H-J8T2 *8SO S-93C86BD4H-T8T2 *8SSOP
S-93C86BD41-J8T1 *8SO S-93C86BD41-T8T1 *8SSOP S93CS46ADFJ *8SO S93CS46ADP-1A
S93CS46AFT *8SSOP S93CS56ADFJ *8SO S93CS56ADP-1A S93CS56AFT *8SSOP
S93CS66ADFJ *8SO S93CS66ADP-1A S93CS66AFT *8SSOP S-93L46ADO0I-18T1G *8SNT

S-93L46ADO0I-J8T1 *8SO

S-93L46AD0I-T8T1 *8SSOP

S-93L56ADOI-18T1G *8SNT

S-93L56AD0I-J8T1 *8SO

S-93L56ADO0I-T8T1 *8SSOP

S-93L66ADO0I-1I8T1G *8SNT

S-93L66ADO0I-J8T1 *8SO

S-93L66ADO0I-T8T1 *8SSOP

S-93L76ADOI-18T1G *8SNT

S-93L76AD0I-J8T1 *8SO

S-93L76AD0I-T8T1 *8SSOP

E(E)PROM

S-2812A

S-2812A *28SOP

S-2812A *28TS

S-2817A

S-2817A *28SOP

S-2817A *28TS

S-2860B *28SOP

S-2860B *28TS

S-2864B *28SOP

S-2864B *28TS

SANYO

SPROM E(E)PROM

SPROM

LE24C0221M *8MFP LE24C023M *8MFP LE24C042 LE24C042M *8MFP
LE24C043M *8MFP LE24C082 LE24C082M *8MFP LE24C162

LE24C162M *8MFP LE24C322 LE24C322M *8MFP LE24CB642
LE24CB642M *8MFP LE24CBK222M *8MFP LE24CBK222TT *8MSOP LE24CBK22M *8MFP
LE24CBK22TT *8MSOP LE24L0221M *8MFP LE24L0221TT *8MSOP LE24L082TT *8MSOP
LE24L162TT *8MSOP LE24L.322M *8MFP LE24LB1283M *8MFP LE24LB1283TT *8MSOP
LE24LB642M *8MFP LE25FU106BMA *8MFP LE25FU106BTT *8MFP LE25FU206BMA *8MFP
LE25FU206BTT *8MFP LE25FW106M *8SO LE25FW106T *8S0 LE25FW206M *8S0
LE25FW206T *850

E(E)PROM

LE28C1001ATS *32TS LE28C1001DTS *32TS LE28CV1001ATS *32TS LE28CV1001DTS *32TS
LE28CW1001DTS *32TS LE28F4001 LE28F4001ATS *32TS LE28F4001CTS *32TS




[LE28FV4001ATS *32TS [LE28FV4001CTS *32TS

SAMSUNG

SPROM E(E)PROM

SPROM

Km93C06 Km93C46 KM93C46 *8SO KM93C46 *8SSOP
KM93C46(x8) KMO93C46(x8) *850 KM93C46(x8) *8SSOP KM93C56
KM93C56 *8S0 KM93C56(x8) KM93C56(x8) *850 KM93C57
KM93C57 *850 KM93C57(x8) KM93C57(x8) *850 KM93C66
KM93C66 *8S0 KM93C66(x8) KM93C66(x8) *850 KM93CS56
KM93CS56 *850 KM93CS56 *8SSOP KM93CS66 KM93CS66 *850
KM93CS66 *8SSOP KMC93C07 KMC93C07GD *850 KS24A021
KS24A021 *850 KS24A041 KS24A041 *850 KS24A081
KS24A081 *850 KS24A1281 KS24A1281 *850 KS24A161
KS24A161 *850 KS24A2561 KS24A2561 *8S0 KS24A321
KS24A321 *850 KS24A641 KS24A641 *850 KS24C010
KS24C010 *850 KS24C011 KS24C011 *8S0 KS24C020
KS24C020 *850 KS24C021 KS24C021 *850 KS24C040
KS24C040 *850 KS24C041 KS24C041 *8S0 KS24C080
KS24C080 *850 KS24C081 KS24C081 *850 KS24C128
KS24L161 KS24L161 *850 KS24L321 KS24L321 *850
KS24L641 KS24L641 *850 S524A40X10 S524A40X10 *8S0
S524A40X11 S524A40X11 *8S0 S524A40%X20 S524A40X20 *8S0
S524A40X21 S524A40X21 *8S0 S524A40X40 S524A40X40 *8S0
S524A40X41 S524A40X41 *8S0 S524A60X51 S524A60X51 *8S0
S524A60X81 S524A60X81 *8S0 S524ABOX91 S524AB0X91 *8S0
S524ABOXB1 S524ABOXB1 *850 S524ABOXDL S524ABOXFL
S524AD0OXD1 S524ADOXF1L S$524C20D10 $524C20D10 *850
S$524C20D11 $524C20D11 *850 S$524C20D20 $524C20D20 *850
S$524C20D21 $524C20D21 *850 S$524C80D40 $524C80D40 *850
S524C80DAL $524C80D41 *850 S$524C80D80 $524C30D80 *850
S$524C80D81 S524C80D81 *850 S524L50D51 S524L50D51 *850
S524L50X51 $524L50X51 *850 S524LBODIL S$524LBOD9L *850
S524LBODBL S524LBODBL1 *850 S524LBOX91 S524LBOX91 *850
S524LBOXBL1 S524LBOXBL1 *850

E(E)PROM

KM2816A KM2816Al KM2817A KM2817Al
KM2864A KM2865A KM28C16 KM28C17
KM28C256 KM28C2561 KM28C64 KM28C64A
KM28C641 KM28C65 KM28C65A KM28C651
KM29C010 KM29C010J *32PL

SAIFUN

SPROM

SPROM

SA24C1024 SA24C1024 *8S0 SA24C512 SA24C512 *850
SA25C020L SA25C020L *8MLF SA25C020L *850 SA25C1024H
SA25C1024H *8MLF SA25C1024H *8S0 SA25C1024L SA25C1024L *8MLF
SA25C1024L *8SO SA25C512H SA25C512H *8MLF SA25C512H *850
SA25C512L SA25C512L *8MLF SA25C512L *8S0 SA25F005 *850
SA25F005L SA25F005L *8MLF SA25F005L *850 SA25F010 *850
SA25F010L SA25F010L *8MLF SA25F010L *850 SA25F020 *850
SA25F020L SA25F020L *8MLF SA25F020L *850 SA25F040 *850
SA25F040L SA25F040L *8MLF SA25F040L *850 SA25F080 *850
SA25F080L SA25F080L *8MLF SA25F080L *850 SA25F160L *8MLF
SYNCMOS

MPU E(E)PROM

MPU

SM2958 SM2964 SM2964 *44PLCC SM2965

SM59064 SM59064L SM5912C25LP *44PLCC SM5912C25PP
SM5912L25LP *44PLCC SM5912L25PP SM59164 SM5916C25JP *44PLCC
SM5916C25PP SM5916C40JP *44PLCC SM5916C40PP SM5916L25JP *44PLCC
SM5916L25PP SM59264CxxP SM59264CxxP *44PLCC SM5964AC25] *44PLCC
SM5964AC25P SM5964ACA40JP *44PLCC SM5964AC40PP SM5964AL25] *44PLCC
SM5964AL25P SM5964CxxJ *44PLCC SM5964CxxP SM59D02G2C25LP *44PLCC




SM59D02G2C25PP SM59D02G2L25LP *44PLCC SM59D02G2L25PP SM59D03G2C25LP *44PLCC
SM59D03G2C25PP SM59D03G2L25LP *44PLCC SM59D03G2L25PP SM59D04G2C25JP *44PLCC
SM59D04G2C25PP SM59D04G2C40JP *44PLCC SM59D04G2C40PP SM59D04G2L25JP *44PLCC
SM59D04G2L25PP SM7908 SM79108CxxJ *44PLCC SM79108CxxP
SM79164CxxJ *44PLCC SM79164CxxP SM79164LxxP SM79164VxxP

SM7964 SM7964 *44PLCC SM7964A SM89516AC

SM89516AC *44PLCC SM89516AL *44PLCC SM89516C SM8951AC

SM8951AC *44PLCC SM8951BC SM8951BL SM8951C

SMB8951C *44PLCC SM8952AC SM8952AC *44PLCC SM8952AL *44PLCC
SM8952C SM8952C *44PLCC SM8952L *44PLCC SM8954AC

SMB8954AC *44PLCC SM8954AL SM8954AL *44PLCC SM8954C

SMB8954C *44PLCC SM8954L SMB8954L *44PLCC SM8958AC

SMB8958AC *44PLCC SM8958AL *44PLCC SM8958C SM8958C *44PLCC
SMB8958L *44PLCC SM89S16R1 SM89S16R1 *44PLCC SMB89T16R1

SSU7301 SSU7301 *44PLCC

E(E)PROM

[529C31001T *32PL

ST

SPROM MPU PLD E(E)PROM

SPROM

M24128 M24128-A M24128-AMN *8SO M24128-B

M24128-BMN *8S0 M24128-BR M24128-BRMN *8SO M24128-BW
M24128-BWMN *8SO M24128-MN *8SO M24128-MW *8SOP M24128-R

M24128-RMN *8S0 M24164 M24164-MN *8SO M24256

M24256-A M24256-AMN *8S0 M24256-AW M24256-AWMN *8S0
M24256-B M24256-BMN *8S0 M24256-BR M24256-BRMN *8SO
M24256-BW M24256-BWMN *8S0 M24256-MN *8SO M24256-MW *8SOP
M24256-R M24256-RMN *8S0 M24512 M24512-DRDW *8TSSOP

M24512-DRMB *8DFN

M24512-DRMN *8SOP

M24512-DRMW *8SOIC

M24512-MW *8SOP

M24512-RDW *8TSSOP

M24512-RMB *8DFN

M24512-RMN *8SOP

M24512-RMW *8SOIC

M24512-SBN

M24512-SMW *8SOP

M24512-WDW *8TSSOP

M24512-WMB *8DFN

M24512-WMN *8SOP

M24512-WMW *8S0OIC

M24C01

M24C01-DW *8SSOP

M24C01-MN *8SO

M24C01-MW *8SSOP

M24C01-R

M24C01-RDW *8SSOP

M24C01-RMN *8SO

M24C01-RMW *8SSOP

M24C01-SDW *8SSOP

M24C01-SMW *8SSOP

M24C01-W M24C01-WDW *8SSOP M24C01-WMN *8SO M24C01-WMW *8SSOP
M24C02 M24C02-DW *8SSOP M24C02-MN *8SO M24C02-MW *8SSOP
M24C02-R M24C02-RDW *8SSOP M24C02-RMN *8SO M24C02-RMW *8SSOP
M24C02-SDW *8SSOP M24C02-SMW *8SSOP M24C02-W M24C02-WDW *8SSOP
M24C02-WMN *8SO M24C02-WMW *8SSOP M24C04 M24C04-DW *8SSOP
M24C04-MN *8SO M24C04-MW *8SSOP M24C04-R M24C04-RDW *8SSOP

M24C04-RMN *8SO

M24C04-RMW *8SSOP

M24C04-SDW *8SSOP

M24C04-SMW *8SSOP

M24C04-W M24C04-WDW *8SSOP M24C04-WMN *8SO M24C04-WMW *8SSOP
M24C08 M24C08-DW *8SSOP M24C08-MN *8SO M24C08-MW *8SSOP
M24C08-R M24C08-RDW *8SSOP M24C08-RMN *8SO M24C08-RMW *8SSOP
M24C08-SDW *8SSOP M24C08-SMW *8SSOP M24C08-W M24C08-WDW *8SSOP
M24C08-WMN *8SO M24C08-WMW *8SSOP M24C128 M24C128-RBN

M24C128-RMN *8SO

M24C128-RMW *8SSOP

M24C128-WBN

M24C128-WMN *8SO

M24C128-WMW *8SSOP

M24C16

M24C16-DW *8SSOP

M24C16-MN *8SO

M24C16-MW *8SSOP

M24C16-R

M24C16-RDW *8SSOP

M24C16-RMN *8SO

M24C16-RMW *8SSOP

M24C16-SDW *8SSOP

M24C16-SMW *8SSOP

M24C16-W

M24C16-WDW *8SSOP

M24C16-WMN *8SO

M24C16-WMW *8SSOP

M24C256

M24C256-RBN

M24C256-RMN *8SO

M24C256-RMW *8SSOP

M24C256-WBN

M24C256-WMN *8SO

M24C256-WMW *8SSOP

M24C32

M24C32-DW *8SSOP

M24C32-MN *8SO M24C32-MW *8SSOP M24C32-R M24C32-RDW *8SSOP
M24C32-RMN *8SO M24C32-RMW *8SSOP M24C32-S M24C32-SDW *8SO
M24C32-SMN *8SO M24C32-SMW *8SSOP M24C32-W M24C32-WDW *8SSOP
M24C32-WMN *8SO M24C32-WMW *8SSOP M24C64 M24C64-DW *8SSOP
M24C64-MN *8SO M24C64-MW *8SSOP M24C64-R M24C64-RDW *8SSOP
M24C64-RMN *8SO M24C64-RMW *8SSOP M24C64-S M24C64-SDW *8SSOP
M24C64-SMN *8SO M24C64-SMW *8SSOP M24C64-W M24C64-WDW *8SSOP

M24C64-WMN *8SO

M24C64-WMW *8SSOP

M24MO01-FDW *8TSSOP

M24M01-HRMN *8SOP

M24M01-HRMW *8SOIC

M24M01-RDW *8TSSOP

M24M01-RMN *8SOP

M24M01-RMW *8SOIC

M24MO1-SLA *8LGA

M24MO01-VLA *8LGA

M24M01-WMN *8SOP

M24M01-WMW *8SOIC

M24M02-DRMN *8SOP M25P05 *8SO M25P05 *8SOP M25P05A *8SO
M25P05A *8SOP M25P10 *8SO M25P10 *8SOP M25P16VME *8MLP
M25P20 *8SO M25P20 *8SOP M25P32VME *8MLP M25P40 *8SO
M25P40 *8SOP M25P80 *8SOP M35080 M35080 *8SO
M35080-BN3T M35080-BN6T M35080-MN3T *8SO M35080-MN6T *8SO
M35160 M35160 *8SO M35160-BN3T M35160-BN3T *8SO

M35160-BN6T

M35160-BN6T *8SO

M35P08

M35SW08 *8SO




M35SW08 *8TSSOP M35SW08-W *8SO M35SW08-W *8TSSOP M355W160 *8SO
M35SW160 *8TSSOP M35SW160-W *8SO M35SW160-W *8TSSOP M9306B1
M9306B6 M9306M1 *8SO M9306M6 *8SO M93C06
M93C06(x8) M93C06-MN *8SO M93C06-MN(x8) *8SO M93C06-R
M93C06-R *8SO M93C06-R(x8) M93C06-R(x8) *8SO M93C06-T *8SO
M93C06-T(x8) *8SO M93C06-TR *8SO M93C06-TR(x8) *8SO M93C46
M93C46(x8) M93C46-MN *8SO M93C46-MN(x8) *8SO M93C46-R
M93C46-R *8SO M93C46-R(x8) M93C46-R(x8) *8SO M93C46-T *8SO
M93C46-T(x8) *8SO M93C46-TR *8SO M93C46-TR(x8) *8SO M93C56

M93C56(x8) M93C56B M93C56-MN *8SO M93C56-MN(x8) *8SO
M93C56-R M93C56-R *8SO M93C56-R(x8) M93C56-R(x8) *8SO
M93C56-T *8SO M93C56-T(x8) *8SO M93C56-TR *8SO M93C56-TR(x8) *8S0O
M93C66 M93C66(x8) M93C66-MN *8SO M93C66-MN(x8) *8SO
M93C66-R M93C66-R *8SO M93C66-R(x8) M93C66-R(x8) *8SO
M93C66-T *8SO M93C66-T(x8) *8SO M93C66-TR *8SO M93C66-TR(x8) *8SO
M93C76 M93C76(x8) M93C76-MN *8SO M93C76-MN(x8) *8SO
M93C76-R M93C76-R *8S0O M93C76-R(x8) M93C76-R(x8) *8SO
M93C76-T *8SO M93C76-T(x8) *8SO M93C76-TR *8SO M93C76-TR(x8) *8SO
M93C86 M93C86(x8) M93C86-MN *8SO M93C86-MN(x8) *8SO
M93C86-R M93C86-R *8SO M93C86-R(x8) M93C86-R(x8) *8SO
M93C86-T *8SO M93C86-T(x8) *8SO M93C86-TR *8SO M93C86-TR(x8) *8SO
M93S46 M93S46-MN *8SO M93S46-R M93S46-RMN *8SO
M93S546-W M93S46-WMN *8SO M93S56 M93S56-MN *8SO
M93S56-R M93S56-RMN *8SO M93S56-W M93S56-WMN *8SO
M93S66 M93S66-MN *8SO M93S66-R M93S66-RMN *8SO
M93S66-W M93S66-WMN *8SO M95010 M95010 *8SO
M95010-R M95010-R *8SO M95010-R *8SSOP M95010-S

M95010-S *8SO M95010-W M95010-W *8SO M95010-W *8SSOP
M95020 M95020 *8SO M95020 *8SSOP M95020-R

M95020-R *8SO M95020-R *8SSOP M95020-S M95020-S *8SO
M95020-W M95020-W *8SO M95020-W *8SSOP M95040

M95040 *8SO M95040-R M95040-R *8SO M95040-R *8SSOP
M95040-S M95040-S *8SO M95040-W M95040-W *8SO
M95040-W *8SSOP M95080 M95080 *8SO M95080 *8SSOP
M95080-BN M95080-DW *8SSOP M95080-MN *8SO M95080-R

M95080-R *8SO M95080-R *8SSOP M95080-S M95080-S *8SO

M95080-S *8SSOP

M95080-SBN

M95080-SDW *8SSOP

M95080-SMN *8SO

M95080-V

M95080-V *8SO

M95080-V *8SSOP

M95080-VBN

M95080-VDW *8SSOP M95080-VMN *8S0O M95080-W M95080-W *8SO
M95080-W *8SSOP M95080-WBN M95080-WDW *8SSOP M95080-WMN *8SO
M95128 M95128 *8SO M95128-BN M95128-DW *8SSOP
M95128-MN *8SO M95128-R M95128-R *8SO M95128-SBN
M95128-SDW *8SSOP M95128-SMN *8SO M95128-VBN M95128-VDW *8SSOP
M95128-VMN *8SO M95128-W M95128-W *8SO M95128-WBN
M95128-WDW *8SSOP M95128-WMN *8SO M95160 M95160 *8SO

M95160 *8SSOP M95160-BN M95160-DW *8SSOP M95160-MN *8SO
M95160-R M95160-R *8SO M95160-R *8SSOP M95160-S

M95160-S *8SO

M95160-S *8SSOP

M95160-SBN

M95160-SDW *8SSOP

M95160-SMN *8SO

M95160-V

M95160-V *8SO

M95160-V *8SSOP

M95160-VBN

M95160-VDW *8SSOP

M95160-VMN *8SO

M95160-W

M95160-W *8SO M95160-W *8SSOP M95160-WBN M95160-WDW *8SSOP
M95160-WMN *8SO M95256 *8SOP M95256-BN M95256-DW *8SSOP
M95256-MN *8SO M95256-R M95256-R *8SO M95256-R *8SOP
M95256-SBN M95256-SDW *8SSOP M95256-SMN *8SO M95256-V *8SOP
M95256-VBN M95256-VDW *8SSOP M95256-VMN *8SO M95256-W

M95256-W *8SO M95256-W *8SOP M95256-WBN M95256-WDW *8SSOP
M95256-WMN *8SO M95320 M95320 *8SO M95320 *8SSOP
M95320-BN M95320-DW *8SSOP M95320-MN *8SO M95320-R

M95320-R *8SO M95320-R *8SSOP M95320-S M95320-S *8SO

M95320-S *8SSOP

M95320-SBN

M95320-SDW *8SSOP

M95320-SMN *8SO

M95320-V

M95320-V *8SO

M95320-V *8SSOP

M95320-VBN

M95320-VDW *8SSOP M95320-VMN *8SO M95320-W M95320-W *8SO
M95320-W *8SSOP M95320-WBN M95320-WDW *8SSOP M95320-WMN *8SO
M95640 M95640 *8SO M95640 *8SSOP M95640-BN
M95640-DW *8SSOP M95640-MN *8SO M95640-R M95640-R *8SO
M95640-R *8SSOP M95640-S M95640-S *8SO M95640-S *8SSOP

M95640-SBN

M95640-SDW *8SSOP

M95640-SMN *8SO

M95640-V

M95640-V *8SO

M95640-V *8SSOP

M95640-VBN

M95640-VDW *8SSOP

M95640-VMN *8SO

M95640-W

M95640-W *8S0O

M95640-W *8SSOP

M95640-WBN M95640-WDW *8SSOP M95640-WMN *8SO ST24164
ST24164M *8SO ST24C01 ST24C01M *8SO ST24C01R
ST24C01RM *8SO ST24C02 ST24C02M *8SO ST24C02R
ST24C02RM *8S0O ST24C04 ST24C046 ST24C04M *8SO
ST24C04R ST24C04RM *8SO ST24C08 ST24C08M *8SO
ST24C08R ST24C08RM *8SO ST24C16 ST24C16M *8SO
ST24E128B ST24E128M *8SOP ST24E16 ST24E16M *8SO
ST24E256B ST24E256M *8SOP ST24E32B ST24E32M *8SOP
ST24E64B ST24E64M *8SOP ST24FC21B ST24FC21M *8SO




ST24LC21BB ST24LC21BM *8S0 ST24W01 ST24W01M *8SO
ST24W02 ST24W02M *8SO ST24W04 ST24W04M *8SO
ST24W08 ST24W08M *8S0 ST24W16 ST25164
ST25164M *8S0 ST25C01 ST25C01M *8S0 ST25C02
ST25C02M *8SO ST25C04 ST25C04M *8SO ST25C08
ST25C08M *8S0 ST25C16 ST25C16M *8SO ST25E128B
ST25E128M *8SOP ST25E16 ST25E16M *8SO ST25E256B
ST25E256M *8SOP ST25E32B ST25E32M *8SOP ST25E64B
ST25E64M *8SOP ST25W01 ST25W01M *8S0 ST25W02
ST25W02M *850 ST25W04 ST25W04M *8S0 ST25W08
ST25W08M *8S0 ST25W16 ST25W16M *8S0 ST93C06
ST93C06(x8) ST93C06C ST93C06C(X8) ST93C06CM *8SO
ST93C06CM(x8) *8SO ST93C06M *8SO ST93C06M(x8) *8SO ST93C46A
ST93C46A(X8) ST93C46AM *8S0 ST93C46AM(x8) *8S0 ST93C46C
ST93C46C(x8) ST93C46CM *8SO ST93C46CM(x8) *8S0 ST93C46T
ST93C46T(x8) ST93C46TM *8S0 ST93C46TM(x8) *8SO ST93C47C
ST93C47C(x8) ST93C47CM *8SO ST93C47CM(x8) *8S0 ST93CA7T
ST93CA7T(x8) ST93C47TM *8S0 ST93C47TM(x8) *8S0 ST93C56
ST93C56(x8) ST93C56C ST93C56C(x8) ST93C56CM *8SO
ST93C56CM(x8) *8S0 ST93C56M *8S0 ST93C56M(x8) *8SO ST93C57C
ST93C57C(x8) ST93C57CM *8SO ST93C57CM(x8) *8S0 ST93C66
ST93C66(x8) ST93C66M *8S0 ST93C66M(x8) *8SO ST93C67T
ST93C67T(x8) ST93C67TM *8S0 ST93C67TM(x8) *8S0 ST93CS46
ST93CS46M *8SO ST93CS47 ST93CS47M *8S0 ST93CS56
ST93CS56M *8S0 ST93CS57 ST93CS57M *8S0 ST93CS66
ST93CS67 ST95010 ST95010 *8S0 ST95020

ST95020 *8S0 ST95022 *8S0 ST95040 ST95040 *8S0
ST95P02 ST95P02 *8S0 ST95P04 ST95P04 *8S0
ST95P08 ST95P08 *8SO

MPU

[STMBLO52R8T *64TQFP

PLD

GAL16V8 GAL16V8 *20PL GALI6V8AS GALI16V8AS *20PL
GAL16V8S GAL16V8S *20PL GAL20V8 GAL20V8AS
GAL20V8S

E(E)PROM

M27128A M27256 M27256A M27512

M2764A M27C1000 M27C1000 *32PL M27C1001
M27C1001 *32PL M27C128A M27C2001 M27C2001 *32PL
M27C201 M27C256 M27C256B M27C4001
M27C4001 *32PL M27C4002B M27C4002F M27C405
M27C405 *32PL M27C512 M27C64 M27C64A
M27C801 M27V101 M27V102F M27V201
M27V256 M27V401 M27V405 *32PL M27V512
M27V801 M27W101 *32PL M27W201 *32PL M27W401
M27W401 *32PL M27W801 *32PL M28010 M28010 *32PL
M28010R M28010R *32PL M28010W M28010W *32PL
M28256 M28256 *2850IC M28256 *28TS M28256-xxW
M28256-xxW *28S01C M28256-xxW *28TS M28C16A M28C16A *28TS
M28C16A-xXW *28TS M28C17 M28C17A M28C17A *2850IC
M28C17A-xXW M28C17A-xxW *28S01C M28C64 M28C64 *28501C
M28C64 *28TS M28C64C M28C64C *2850IC M28C64C *28TS
M28C64X M28C64X *2850IC M28C64X *28TS M28C64-xxXW
M28C64-xXW *2850IC M28C64-xxXW *28TS M28F101 M28F101 *32PL
M28F201 *32PL M28F256 M28F256 *32PL M28F512
M28F512 *32PL M28LV64 M28LV64 *2850IC M28LV64 *28TS
M28W201K M29F002B M29F002B *32PL M29F002BB
M29F002BB *32PL M29F002BNT M29F002BNT *32PL M29F002BT
M29F002BT *32PL M29F002NT M29F002NT *32PL M29F002T
M29F002T *32PL M29F010B M29F010B *32PL M29F040B
M29F040B *32PL M29F512B *32PL M29V040 *32PL M29W010B
M29WO010B *32PL M29WO022BB *32PL M29W022BB *32TS M29WO022BT *32PL
M29W022BT *32TS M29W040B *32PL M29W512B *32PL M29W512B *32TS
M48T02 M48T08 M48Z202 M48Z08
M50FLWO040A *32TS M50FWO002K 1T *32PL M50FWO002K5T *32PL M50FWO020K *32PL
M50LPWO002K *32PL M50LPWO012K *32PL M50LPWO020K *32PL M87C257




MK48C02A MK48CL12A MK48Z02 MK48Z08
MK48Z32 TS27C256 TS27C64 TS27C64A

STC

MPU

MPU

STC89C516RD(old) STC89C516RD(0ld) *44PLCC STC89C516RD2(0ld) STC89C516RD2(0ld) *44PLCC
STC89C52RD2(old) STC89C52RD2(old) *44PLCC STC89C54RD2(old) STC89C54RD2(old) *44PLCC
STC89C58RD(0ld) STC89C58RD(0ld) *44PLCC STC89C58RD+(old) STC89C58RD2(0ld)
STC89C58RD2(0ld) *44PLCC STC89LE516X2(old) STC89LE516X2(old) *44PLCC STC89LV516RD(old)
STC89LV516RD2(0ld) STC89LV516RD2(0ld) *44PLCC STC89LV52RD2(old) STC89LV52RD2(0ld) *44PLCC

STC89LV54RD2(old)

STC89LV54RD2(old) *44PLCC

STC89LV58RD(old)

STC89LV58RD2(old)

STC89LV58RD2(0ld) *44PLCC

SUNMOON

SPROM

SPROM

SM24C02 SM24C02 *8SO SM24C04 SM24C04 *8S0
SM24C08 SM24C08 *8SO SM24C16 SM24C16 *8SO

SUMMIT

SPROM

SPROM

S24022P 5240225 *8S0 S24023P 5240235 *8S0

S24042P S240425S *8SO S24043P $24043S *8SO

S24163P $24163S *8S0 S24VP02P $24VP02S *8SO
S24VP04P S24VP04S *8SO S24VP16P S24VP16S *8SO
$93462(x8) $93462(x8) *850 $93462(x8) *8SSOP 593463

$93463 *8S0 593463 *8SSOP S93VP462(x8) S93VP462(x8) *8S0
S93VP463 S93VP463 *8S0 S93VP662(x8) S93VP662(x8) *8S0
S93VP662(x8) *8SSOP S93VP663 S93VP663 *8S0 S93VP663 *8SSOP
S93WD462(x8) S93WD462(x8) *8S0 S93WD462(x8) *8SSOP S93WD463

S93WD463 *8S0 S93WD463 *8SSOP S93WD662(x8) S93WD662(x8) *8S0
S93WD662(x8) *8SSOP S93WD663 S93WD663 *8S0 S93WD663 *8SSOP
SMS29022P SMS2902S *8S0 SMS2904P SMS2904S *8S0
SMS2916P SMS2916S *8S0O SMS8198S *8S0

SST

SPROM MPU E(E)PROM

SPROM

SST25LF040 *8S0 SST25LF040A *8SOP SST25LF080 *8SOP SST25LF080A *8SOP
SST25VF010A *8S0 SST25VF020B *850 SST25VF020B *8WSON SST25VF512 *8S0
SST25WF016 *8S0

MPU

SST89C516RD2 SST89C516RD2 *44PLCC SST89C52RD2 SST89C52RD2 *44PLCC
SST89C54 SST89C54 *44PLCC SST89C54(old) SST89C54RD2
SST89C54RD2 *44PLCC SST89C58 SST89C58 *44PLCC SST89C58(old)
SST89C58RD2 SST89C58RD2 *44PLCC SST89C59 SST89C89 *44PLCC
SST89E516RD SST89E516RD *44PLCC SST89E516RD2 SST89E516RD2 *44PLCC
SST89E52RD SST89E52RD *44PLCC SST89E52RD2 SST89E52RD2 *44PLCC
SST89E54RD SST89E54RD *44PLCC SST89E54RD2 SST89E54RD2 *44PLCC
SST89E554 SST89E554RC SST89E564 SST89E564RD
SST89E58RD SST89E58RD *44PLCC SST89E58RD2 SST89E58RD2 *44PLCC
SST89F54 SST89F54 *44PLCC SST89F58 SST89F58 *44PLCC
SST89V516RD SST89V516RD *44PLCC SST89V516RD2 SST89V516RD2 *44PLCC
SST89V52RD SST89V52RD *44PLCC SST89V52RD2 SST89V52RD2 *44PLCC
SST89V54RD SST89V54RD *44PLCC SST89V54RD2 SST89V54RD2 *44PLCC
SST89V554 SST89V554 *44PLCC SST89V554RC SST89V564

SST89V564 *44PLCC SST89V564RD SST89V564RD *44PLCC SST89V58RD
SST89V58RD *44PLCC SST89V58RD2 SST89V58RD2 *44PLCC




E(E)PROM

SST27SF010 SST27SF010 *32PL SST27SF010 *32TS SST27SF020
SST27SF020 *32PL SST27SF020 *32TS SST27SF256 SST27SF256 *32TS
SST27SF512 SST27SF512 *32PLCC SST27SF512 *32TS SST27VF010
SST27VF010 *32PL SST27VF010 *32TS SST27VF020 SST27VF020 *32PL
SST27VF020 *32TS SST28EE011 SST28EE011 *32PL SST28LF040
SST28LF040 *32PL SST285F040 SST28SF040 *32PL SST28SF040A
SST28SF040A *32PL SST28VF040 SST28VF040 *32PL SST28VFO040A
SST28VF040A *32PL SST29EE010 SST29EE010 *32PL SST29EE010A
SST29EE010A *32PL SST29EE011 SST29EE020 SST29EE020 *32PL
SST29EE020A SST29EE020A *32PL SST29EE512 SST29EE512 *32PL
SST29EE512A SST29EE512A *32PL SST29LE010 SST29LE010 *32PL
SST29LE010A SST29LE010A *32PL SST29LE020 SST29LE020 *32PL
SST29LE020A SST29LE020A *32PL SST29LE512 SST29LE512 *32PL
SST29LE512A SST29LE512A *32PL SST29SF010 *32PL SST29SF010 *32TS
SST29SF020 *32PL SST29SF020 *32TS SST29SF040 *32PL SST29SF040 *32TS
SST29SF512 *32PL SST29SF512 *32TS SST29VE010 SST29VEO010 *32PL
SST29VEO10A SST29VEO10A *32PL SST29VE020 SST29VE020 *32PL
SST29VE020A SST29VE020A *32PL SST29VE512 SST29VE512 *32PL
SST29VE512A SST29VE512A *32PL SST29VF010 *32PL SST29VF010 *32TS
SST29VF020 *32PL SST29VF020 *32TS SST29VF040 *32PL SST29VF040 *32TS
SST29VF512 *32PL SST29VF512 *32TS SST31LF021 *32TS SST37VF010
SST37VF010 *32PL SST37VF010 *32TS SST37VF020 SST37VF020 *32PL
SST37VF020 *32TS SST37VF040 SST37VF040 *32PL SST37VF040 *32TS
SST37VF512 SST37VF512 *32PL SST37VF512 *32TS SST39LF010 *32PL
SST39LF010 *32TS SST39LF020 *32PL SST39LF020 *32TS SST39LF040 *32PL
SST39LF040 *32TS SST39LF512 *32PL SST39LF512 *32TS SST39SF010
SST39SF010 *32PL SST39SF010 *32TS SST39SF010A SST39SFO10A *32PL
SST39SF010A *32TS SST395F020 SST39SF020 *32PL SST39SF020 *32TS
SST39SF020A SST39SF020A *32PL SST39SF020A *32TS SST39SF040
SST39SF040 *32PL SST39SF040 *32TS SST39SF512 SST39SF512 *32PL
SST39SF512 *32TS SST39SF512A SST39SF512A *32PL SST39SF512A *32TS
SST39VF010 SST39VF010 *32PL SST39VF010 *32TS SST39VF020
SST39VF020 *32PL SST39VF020 *32TS SST39VF040 SST39VF040 *32PL
SST39VF040 *32TS SST39VF512 SST39VF512 *32PL SST39VF512 *32TS
SST49LF002A *32PL SST49LF002B *32PL SST49LFO03A *32PL SST49LF003B *32PL
SST49LF004 *32PL SST49LFO04A *32PL SST49LF004B *32PL SST49LFO08A *32PL
SST49LF020 *32PL SST49LF020A *32TS SST49LF040 *32PL SST49LFO40A *32PL
SST49LF040B *32PL SST49LFO80A *32PL

SPANSION

SPROM E(E)PROM

SPROM

S25FL00BA *8SON S25FL008D *8SON S25FL008D *8SOP S25FL016A *8SON
S25FL032PIF *8SON S25FL032PIF *8SOP S25FL032PIF *8WSON S25FL064POXNFI00 *8WSON
S25FL064POXNFV00 *8WSON S25FL064PIF *8BWSON S25FL0B0A *8SON S25FL116KOXMPFI01 *850
S25FL116K0XMFI04 *8S0IC S25FL116KOXNFI01 *8USON

E(E)PROM

Am29F002B AmM29F002B *32PL Am29F002BB Am29F002BB *32PL
Am29F002BT Am29F002BT *32PL Am29F002NB AmM29F002NB *32PL
Am29F002NBB AmM29F002NBB *32PL Am29F002NBT AM29F002NBT *32PL
Am29F002NT AM29F002NT *32PL Am29F002T Am29F002T *32PL
Am29F004BB Am29F004BB *32PL Am29F004BT Am29F004BT *32PL
Am29F010A AmM29F010A *32PL Am29F010B Am29F010B *32PL
Am29F040 AM29F040 *32PL AM29F040A AmM29F040A *32PL
Am29F040B AmM29F040B *32PL Am29LVV001BB Am29LV001BB *32PL
Am29LV001BT Am29LV001BT *32PL Am29LV010B Am29LV010B *32PL
Am29LV040B Am29L\V040B *32PL MBM29F001B MBM29F001B *32PL
MBM29F001T MBM29F001T *32PL MBM29F002B MBM29F002B *32PL
MBM29F002BC *32PL MBM29F002NB MBM29F002NB *32PL MBM29F002NT
MBM29F002NT *32PL MBM29F002T MBM29F002T *32PL MBM29F002TC *32PL
MBM29F004BC *32PL MBM29F004TC *32PL MBM29F010A MBM29F010A *32PL
MBM29F040 MBM29F040 *32PL MBM29F040B MBM29F040B *32PL
MBM29F040C *32PL MBM29LV001B MBM29LVV001BB MBM29LVV001BB *32PL
MBM29LV001BC *32PL MBM29LV001BT MBM29LV001BT *32PL MBM29LV001T *32PL
MBM29LV001TC *32PL

SPIFLASH

SPROM




SPROM

W25B40 *8S0 W25B40A *850 W25P10 *8S0 W25P10V *8S0
W25P16 *8SOP W25P16V *8SOP W25P20 *8S0 W25P20V *8SO
W25P40 *8S0 W25P40V *8S0 W25P80 *8SOP W25P80V *8SOP
W25Q16V *8SON W25Q16V *8SOP W25Q32V *8SOP W25Q80V *8SON
W25Q80V *8SOP W25X10L W25X10L *8S0 W25X10L *8SON
W25X10V W25X10V *850 W25X10V *8SON W25X16V
W25X16V *8SON W25X16V *8SOP W25X20L W25X20L *8S0
W25X20L *8SON W25X20V W25X20V *8SO W25X20V *8SON
W25X32V *8SON W25X32V *8S0OP W25X40L W25X40L *8S0
W25X40L *8SON W25X40L *8SOP W25X40V W25X40V *8S0
W25X40V *8SON W25X40V *8SOP W25X80L W25X80L *8SON
W25X80L *8SOP W25X80V W25X80V *8SON W25X80V *8SOP
TOSHIBA

SPROM E(E)PROM

SPROM

TCIWMBIAFK *8TSSOP TCIWMBIAFU *8SSOP TCIWMBIFK *8TSSOP TCIWMBI1FU *8SSOP
TCIWMB2AFK *8TSSOP TCIWMB2AFU *8SSOP TCIWMB2FK *8TSSOP TCIWMB2FU *8SSOP
TCIWMBA4FU *8SSOP TCIWMBA4FU *8TSSOP TCIWMCIFU *8SSOP TCIWMC2FU *8SSOP
E(E)PROM

TC541000AF TC541000J TC541000P TC541001)
TC541001P TC54256A TC54256AF *2850P TC54256AP
TC54256P TC544000D TC544000P TC54512AF
TC54512AP TC54H1024P TC571000AD TC571000D
TC571001AD TC571001D TC571024 TC571024D
TC57256 TC57256A TC57256AD TC57256ADI
TC57256D TC574000D TC574000DI TC574096D
TC57512AD TC57H1000AD TC57H1001AD TC57H1024AD
TC57H1024D TC57H256D TC58F010 TC58F010 *32PL
TMM24128 TMM24128A TMM24128AP TMM24256
TMM24256A TMM24256AP TMM24256BP TMM24512
TMM24512A TMM2464A TMM2464AP TMM27128
TMM27128A TMM27128AD TMM27128ADI TMM27128AP
TMM27128D TMM27128DI TMM27256 TMM27256A
TMM27256AD TMM27256ADI TMM27256B TMM27256BD
TMM27256BDlI TMM27256D TMM27256DI TMM2732A
TMM27512 TMM27512A TMM27512AD TMM27512ADI
TMM27512D TMM27512DI TMM2764 TMM2764A
TMM2764AD TMM2764ADI TMM2764AP

T™MC

SPROM

SPROM

24A01 24A01 *8SOP 24A01 *BTSSOP 24A02

24A02 *8SOP 24A02 *8TSSOP 24A04 24A04 *8SOP
24A04 *BTSSOP 24A08 24A08 *8SOP 24A08 *8TSSOP
24A16 24A16 *8SOP 24A16 *8TSSOP 93LC46

93LC46 *850 93L.C46 *8SSOP 93LC46(x8) 93L.C46(x8) *8S0
93LC46(x8) *8SSOP 93LC56 93LC56 *8S0 93LC56 *8SSOP
93LC56(x8) 93LC56(x8) *8S0 93LC56(x8) *8SSOP 93LC57

93LC57 *8S0 93LC57 *8SSOP 93LC57(x8) 93LC57(x8) *8S0
93LC57(x8) *8SSOP 93LC66 93LC66 *8S0 93L.C66 *8SSOP
93LC66(x8) 93LC66(x8) *8S0 93LC66(x8) *8SSOP 93LC86

93LCB86 *850 93L.C86 *8SSOP 93LC86(x8) 93LC86(x8) *8S0
93LCB86(x8) *8SSOP

TI

E(E)PROM

E(E)PROM

SMJ27C010A SMJ27C040 SMJ27C256 SMJ27C512
SMJ28F010B TMS27128 TMS27128A TMS2732A
TMS2764 TMS27C010 TMS27C010 *32PL TMS27C010A
TMS27C010A *32PL TMS27C020 TMS27C020 *32PL TMS27C040
TMS27C040 *32PL TMS27C128 TMS27C210 TMS27C210A




TMS27C256 TMS27C32 TMS27C510 TMS27C510 *32PL
TMS27C512 TMS27C64 TMS27LVO010A TMS27LVO010A *32PL
TMS27P32A TMS27P64 TMS27PC010 TMS27PC010 *32PL
TMS27PC010A TMS27PCO010A *32PL TMS27PC020 TMS27PC020 *32PL
TMS27PC040 TMS27PC040 *32PL TMS27PC128 TMS27PC210
TMS27PC256 TMS27PC32 TMS27PC32A TMS27PC510
TMS27PC510 *32PL TMS27PC512 TMS27PC64 TMS28F010
TMS28F010 *32PL TMS28F020 TMS28F020 *32PL TMS28F512
TMS28F512 *32PL TMS28F512A *32PL TMS29F040 *32PL TMS29F256
TMS29F259 TMS29F259 *32PL TMS29LF040 *32PL TMS29VF040 *32PL
TMS87C257

TECHCODE

MPU

MPU

F89C58 F89C58 *44PLCC T89C516 T89C516 *44PLCC
T89C52 T89C52 *44PLCC T89C55 T89C55 *44PLCC
T89C58 T89C58 *44PLCC

TEMIC

MPU

MPU

TS87C51RB2 *44PLCC TS87C51U2 TS87C52X2 TS87C54
TS87C54X2 TS87C58 TSC87251G1 *44PLCC TSC87251G1A
TSC87251G1A *44PLCC TSC87251G2D TSC87251G2D *44PLCC TSC87C51
TSC87C51 *44PLCC TSC87C52 TSC87C52 *44PLCC

Terra Semiconductor
SPROM

SPROM

TS25L010A-P

TS25L010AP-P

TS25L010AP-S *8SO

TS25L010AP-V *8SO

TS25L010A-S *8SO

TS25L010A-V *8SO

TS25L010B-P

TS25L010BP-P

TS25L010BP-S *8SO

TS25L010BP-V *8SO

TS25L010B-S *8SO

TS25L010B-V *8SO

TS25L010-P

TS25L010P-P

TS25L010P-S *8SO

TS25L010P-V *8SO

TS25L010-S *8SO

TS25L010-V *8SO

TS25L020A-V *8SO

TS25L020B-V *8SO

TS25L020-V *8S0O

TS25L16AP-S *8SOP

TS25L16BP-S *8SOP

TS25L16P-S *8SOP

TS25L512A-V *8S0

TS25L512B-V *8SO

TS25L512-V *8S0

TS25R010A-P

TS25R010AP-P

TS25R010AP-S *8SO

TS25R010AP-V *8S0O

TS25R010A-S *8SO

TS25R010A-V *8SO

TS25R010B-P

TS25R010BP-P

TS25R010BP-S *8SO

TS25R010BP-V *8SO

TS25R010B-S *8SO

TS25R010B-V *8S0O

TS25R010-P

TS25R010P-P

TS25R010P-S *8SO

TS25R010P-V *8SO

TS25R010-S *8SO

TS25R010-V *8SO

TS25R020A-V *8SO

TS25R020B-V *8S0O

TS25R020-V *8SO

TS25S010A-P

TS25S010AP-P

TS25S010AP-S *8SO

TS25S010AP-V *8S0O

TS25S010A-S *8SO

TS25S010A-V *8S0O

TS25S010B-P

TS25S010BP-P

TS25S010BP-S *8SO

TS255010BP-V *8SO

TS25S010B-S *8SO

TS25S010B-V *8SO

TS25S010-P

TS25S010P-P

TS25S010P-S *8SO

TS25S010P-V *8SO

TS255010-S *8SO

TS25S010-V *8SO

TS25S020A-V *8SO

TS25S020B-V *8SO

TS25S5020-V *8S0O

Turbo IC

SPROM E(E)PROM

SPROM

TU24C01BP TU24C01BS *8SO TU24C01P TU24CO1S *8SO
TU24C02BP TU24C02BS *8SO TU24C02P TU24C02S *8SO
TU24C04BP TU24C04BS *8SO TU24C04P TU24C04S *8SO
TU24C08BP TU24C08BS *8SO TU24C08P TU24C08S *8SO
TU24C128P TU24C128S *8S0 TU24C16BP TU24C16BS *8SO
TU24C16P TU24C16S *8SO TU24C256P TU24C256S *8SO
TU24C32BP TU24C32BS *8SO TU24C32P TU24C32S *8S0
TU24C64BP TU24C64BS *8SO TU24C64P TU24C64S *8SO
TU25C128P TU25C128S *8S0 TU25C256P TU25C256S *8SO
E(E)PROM

[28C256A [28C256A *28TS [28C64A [28C64A *28TS




28L V256 28L V256 *28TS 28LV64 28LV64 *28TS
29C010J *32PL 29C010P 29C010T *32TS 29C021J *32PL
29C021P 29C021T *32TS

UNIGEN

SPROM

SPROM

UG24C01 UG24C01 *8S0 UG24C01 *8SSOP UG24C02

UG24C02 *8S0 UG24C02 *8SSOP UG24C04 UG24C04 *8S0
UG24C04 *8SSOP UG24C08 UG24C08 *8S0 UG24C08 *8SSOP
UG24C16 UG24C16 *8S0 UG24C16 *8SSOP

Unigen

SPROM

SPROM

UG93C46-A UG93C46-A *8S0 UG93C46-A(x8) UG93C46-A(x8) *8S0
UG93C46-B UG93C46-B *8S0 UG93C46-B(x8) UG93C46-B(x8) *8SO
UG93C56-A UG93C56-A *8S0 UG93C56-A(x8) UG93C56-A(x8) *8S0
UG93C56-B UG93C56-B *8S0 UG93C56-B(x8) UG93C56-B(x8) *8S0
UG93C56-C UG93C56-C *8S0 UG93C66-A UG93C66-A *8S0
UG93C66-A(X8) UG93C66-A(x8) *8S0 UG93C66-B UG93C66-B *8SO
UG93C66-B(x8) UG93C66-B(x8) *8S0

VLSI

PLD E(E)PROM

PLD

[vPi6vs [vP20v8

E(E)PROM

28H64 VT27C128 VT27C256 [vT27C512

VT27C64 VT28HC64

Versachips

MPU

MPU

[ve7csa [v87C54 *44PLCC [va7css [v87C58 *44PLCC
WINBOND

SPROM MPU E(E)PROM

SPROM

25X10BLAIG 25X10BLIG *8SON 25X10BLNIG *8S0 25X10BLSIG *8SOP
25X10LNEG *8S0 25X10LPEG *8SON 25X16ALAIZ 25X16ALIG *8SON
25X16ALNIG *8S0 25X16ALSIG *8SOP 25X16AVAIZ 25X16AVIG *8SON
25X16AVNIG *850 25X16AVSIG *8SOP 25X16VAIZ 25X16VIG *8SON
25X16VSIG *8SOP 25X20BLAIG 25X20BLIG *8SON 25X20BLNIG *8S0
25X20BLSIG *8SOP 25X20LNEG *8S0 25X20LPEG *8SON 25X32VAIZ
25X32VIG *8WSON 25X32VSIG *8SOP 25X40LNEG *8S0 25X40LPEG *8SON
25X40LSEG *8SOP 25X80LPEG *8SON 25X80LSEG *8SOP W25B40 *850
W25B40A *850 W25P10 *8S0 W25P10V *8S0 W25P16 *8SOP
W25P16V *8SOP W25P20 *850 W25P20V *8S0 W25P32 *8SOP
W25P32V *8SOP W25P40 *8S0 W25P40V *8S0 W25P80 *8SOP
W25P80V *8SOP W25Q16V *8SON W25Q16V *8SOP W25Q32V *8SOP
W25Q32VAAG W25Q32VAAP W25Q32VAG *8SON W25Q32VAG *8WSON
W25Q32VAIG W25Q32VAIP W25Q32VAP *8SON W25Q32VAP *8WSON
W25Q32VDAAG W25Q32VDAAP W25Q32VDAIG W25Q32VDAIP
W25Q32VIG *8SON W25Q32VIG *8WSON W25Q32VIP *8SON W25Q32VIP *3WSON
W25Q32VSAG *8SOP W25Q32VSAP *8SOP W25Q32VSIG *8SOP W25Q32VSIP *8SOP
W25Q32VSSAG *8SOP W25Q32VSSAP *8SOP W25Q32VSSIG *8SOP W25Q32VSSIP *8SOP
W25Q32VZEAG *8WSON W25Q32VZEAP *8WSON W25Q32VZEIG *8WSON W25Q32VZEIP *8WSON
W25Q32VZPAG *8SON W25Q32VZPAP *8SON W25Q32VZPIG *8SON W25Q32VZPIP *8SON
W25Q80V *8SON W25Q80V *8SOP W25X10AVAIZ W25X10AVDAIZ




W25X10AVIG *8SON

W25X10AVNIG *8SOP

W25X10AVSIG *8SO

W25X10AVSNIG *8SO

W25X10AVSSIG *8SO

W25X10AVZPIG *8SON

W25X10BLDA

W25X10BLSN *8SO

W25X10BLSS *8SOP

W25X10BLZP *8SON

W25X10BVAIG

W25X10BVAIZ

W25X10BVDAIG

W25X10BVDAIZ

W25X10BVIG *8SON

W25X10BVNIG *8SO

W25X10BVSIG *8SOP

W25X10BVSNIG *8SO

W25X10BVSNIG *8SOP

W25X10BVSSIG *8SO

W25X10BVSSIG *8SOP

W25X10BVZPIG *8SON

W25X10L

W25X10L *8SO

W25X10L *8SON

W25X10V

W25X10V *8SO

W25X10V *8SON

W25X16ALDAIZ

W25X16ALSNIG *8SO

W25X16ALSSIG *8SOP

W25X16ALZPIG *8SON

W25X16AVDAIZ

W25X16AVSNIG *8SO

W25X16AVSSIG *8SOP

W25X16AVZPIG *8SON

W25X16V

W25X16V *8SON

W25X16V *8SOP

W25X16VDAIZ

W25X16VSSIG *8SOP

W25X16VZPIG *8SON

W25X20AVAIZ

W25X20AVDAIZ

W25X20AVIG *8SON

W25X20AVNIG *8SO

W25X20AVSIG *8SOP

W25X20AVSNIG *8SO

W25X20AVSSIG *8SO

W25X20AVZPIG *8SON

W25X20BLDA

W25X20BLSN *8SO

W25X20BLSS *8SOP

W25X20BLZP *8SON

W25X20BVAIG

W25X20BVAIZ

W25X20BVDAIG

W25X20BVDAIZ

W25X20BVIG *8SON

W25X20BVNIG *8SO

W25X20BVSIG *8SOP

W25X20BVSNIG *8SO

W25X20BVSSIG *8SOP

W25X20BVZPIG *8SON

W25X20L

W25X20L *8SO

W25X20L *8SON

W25X20V

W25X20V *8S0O

W25X20V *8SON

W25X32V *8SON

W25X32V *8SOP

W25X32VDAIZ

W25X32VSSIG *8SOP

W25X32VZEIG *8WSON

W25X40AVAIZ

W25X40AVDAIZ

W25X40AVIG *8SON

W25X40AVNIG *8SO

W25X40AVSIG *8SOP

W25X40AVSNIG *8SO

W25X40AVSSIG *8SOP

W25X40AVZPIG *8SON

W25X40BLDA

W25X40BLSN *8SO

W25X40BLSS *8SOP

W25X40BLSV *8SO

W25X40BLUX *8QFN

W25X40BLZP *8SON

W25X40BVAIG

W25X40BVAIZ

W25X40BVDAIG

W25X40BVDAIZ

W25X40BVIG *8SON

W25X40BVNIG *8SO

W25X40BVSIG *8SOP

W25X40BVSNIG *8SO

W25X40BVSSIG *8SOP

W25X40BVZPIG *8SON

W25X40L

W25X40L *8SO

W25X40L *8SON

W25X40L *8SOP

W25X40V

W25X40V *8S0O

W25X40V *8SON

W25X40V *8SOP

W25X80AVAIZ

W25X80AVDAIZ

W25X80AVIG *8SON

W25X80AVNIG *8SO

W25X80AVSIG *8SOP

W25X80AVSNIG *8SO

W25X80AVSSIG *8SOP

W25X80AVZPIG *8SON

W25X80BVAIG

W25X80BVAIZ

W25X80BVDAIG

W25X80BVDAIZ

W25X80BVIG *8SON

W25X80BVNIG *8SO

W25X80BVSIG *8SOP

W25X80BVSNIG *8SOP

W25X80BVSSIG *8SOP

W25X80BVZPIG *8SON W25X80L W25X80L *8SON W25X80L *8SOP
W25X80V W25X80V *8SON W25X80V *8SOP

MPU

W77E058A40DL WT77E058A40PL *44PLCC WT77E516 WT77E516A40DL
WT77E532 WT77ES532A WT77E532A *44PLCC W77E532A40DL
WT77E532A40PL *44PLCC WT77E532P *44PLCC WT77E58 WT77E58P *44PLCC
W771058A25DL W771058A25PL *44PLCC WT771E58 WT77IE58P *44PLCC
W77L058A25DL W77L058A25PL *44PLCC WT77L516A25DL W77L532A25DL
W77LE516 W77LES32 WT77LES8 WT77LES8A

WT77LES8A *44PLCC WT77LES8P *44PLCC W78E051B W78E051B *44PLCC
W78E051C40DL W78E051C40PL *44PLCC W78E051DDG W78E051DPG *44PLCC
W78E052B40 W78E052B40PL *44PLCC W78E052C40DL W78E052C40PL *44PLCC
W78E052DDG W78E052DPG *44PLCC W78E054B40 W78E054B40PL *44PLCC
W78E054C40DL W78E054C40PL *44PLCC W78E054DDG W78E054DPG *44PLCC
W78E058B40DL W78E058B40PL *44PLCC W78E058D40DL W78E058D40PL *44PLCC
W78E058DDG W78E058DPG *44PLCC W78E065A40DL WT78E065A40PL *44PLCC
W78E365 W78E365A40DL W78E365A40PL *44PLCC W78E51

WT78E516 W78E516B W78E516B40DL W78E516B40PL *44PLCC
W78E516BP *44PLCC W78E516D40DL W78E516D40PL *44PLCC W78E516DDG
WT78E516DPG *44PLCC WT78E516P *44PLCC W78E51B W78E51BP *44PLCC
WT78E51C WT78E51C *44PLCC WT78E51P *44PLCC W78ES52

W78E52B WT78E52C WT78E52C *44PLCC WT78E54

W78E54B W78E54BP *44PLCC W78E54C WT78E54C *44PLCC
WT78E54P *44PLCC WT78ES58 W78E58B WT78E58BP *44PLCC
WT78E58P *44PLCC W78E62 W78E62B W78E62BP *44PLCC
WT78E65 WT78E812 W78E858 W78E858 *44PLCC
W78E858AP *44PLCC W78E858B W78E858BP *44PLCC W78ERD2

WT78ERD2 *44PLCC WT78ERD2A40DL W78ERD2A40DN WT78ERD2A40PL *44PLCC
W78ERD2A40PN *44PLCC W781051DDG W781052A24DL W781052A24PL *44PLCC
W781052DDG W781054DDG W781058DDG W781516DDG

W78IE52 W78IE52A24DL WT78IE52A24PL *44PLCC WT7BIE52P *44PLCC
WT78IE54 WT78IE54P *44PLCC WT78IES8 WT78IES8P *44PLCC
W78IRD2A25DL W78IRD2A25DN WT78IRD2A25DN *44PLCC W78L051A24DL
W78L051A24PL *44PLCC W78L051C24DL W78L051C24PL *44PLCC W78L052A24DL
W78L052A24PL *44PLCC W78L052C24DL W78L052C24PL *44PLCC W78L054C24DL
W78L054C24PL *44PLCC W78L058A24DL W78L058A24PL *44PLCC W78L365A24DL
W78L365A24PL *44PLCC W78L516A24DL W78L516A24PL *44PLCC W78L812A24DL
W78L812A24PL *44PLCC WT78LE365 WT78LE51 W78LES516

WT78LES516P *44PLCC WT78LES1C WT78LES51C *44PLCC W78LES1P *44PLCC
WT78LE52 WT78LE52C WT78LE52CP *44PLCC WT78LES2P *44PLCC
W78LES54 W78LES54C WT78LES4CP *44PLCC W78LES4P *44PLCC
WT78LE58 WT78LES8P *44PLCC WT78LE62 WT78LE62B

W78LEGS W78LE812 W78LE812A24DL W78LEB12A24PL *44PLCC




W78LE812P *44PLCC W79E532A40DL W79E532A40DN W79E532A40PL *44PLCC
W79E532A40PN *44PLCC W79E632 W79E632P *44PLCC W79E633
W79E633P *44PLCC W79L532A25DL W79L532A25DN W79L632A25PL
W79L632A25PL *44PLCC W79LE632

E(E)PROM

W27C01 W27C01 *32PL W27C01 *32TS W27C010
W27C010 *32PL W27C02 W27C02 *32PL W27C02 *32TS
W27C020 W27C020 *32PL W27C020M W27C020PM *32PL
W27C040 W27C257 W27C512 W27E01

W27E01 *32PL W27EQ1 *32TS W27E010 W27E010 *32PL
W27EQ02 W27E020 W27E020 *32PL W27E040
W27E040 *32PL W27E257 W27E257P W27E512
W27E512P W27F010 W27F256 W27F512

W27L01 W27L01 *32PL W27L01 *32TS W27L010
W27L010 *32PL W27L02 W27L02 *32PL W27L02 *32TS
W29C010 W29C010P *32PL W29C010S *32SOP W29C011
W29C011A W29CO011AP *32PL W29C011AS *32SOP W29CO011P *32PL
W29C020 W29C020C W29C020CP *32PL W29C020P *32PL
W29C020S *32SOP W29C022 W29C022P *32PL W29C040
\W29C040P *32PL W29C040P *32SOP W29C042 W29C042P *32PL
W29C512 W29C512AP *32PL W29C512MP *32PL W29EEQ10
W29EEQ10P *32PL W29EE010S *32SOP W29EEO11 W29EEQL11P *32PL
W29EE011Q *32TS W29EEQ11S *32SOP W29EEQ12 W29EEQ12P *32PL
W29EE012S *32SOP W29EE512 W29EE512P *32PL W29EE512Q *32TS
W29EE512S *32SOP W29F002 W29F002 *32PL W29F002B
W29F002BP *32PL W29F002N W29F002NP *32PL W29F002U
W29F002UP *32PL W29L040 W29L040P *32PL W39D040A
W39D040AP *32PL W39D040AQ *32TS W39F010 W39F010P *32PL
W39F010Q *32TS W39L010 W39L010P *32PL W39L010Q *32TS
W39L020 W39L020P *32PL W39L020Q *32TS W39L040AP *32PL
W39L040AQ *32TS W39L040Q *32TS W39L512P *32PL W39L512Q *32TS
W49F002A WA49F002AP *32PL W49F002U WA49F002UP *32PL
WA49F020 W49F020P *32PL W49V002AQ *32TS W49V002FAP *32PL
W49V002FP *32PL W49V002FQ *32TS

WUXING

E(E)PROM

E(E)PROM

[wMmo0256B

WSl

E(E)PROM

E(E)PROM

WS27C010L WS27C010L *32PL WS27C010R WS27C010R *32PL
WS27C040L WS27C040L *32PL WS27C128F WS27C128L
WS27C256F WS27C256L WS27C512F WS27C512L
WS27C64 WS27C64F WS27C64L WS57C010F
WS57C040F WS57C128 WS57C128F WS57C128FB
WS57C256F WS57C256FB WS57C512F

White Electronic

E(E)PROM

E(E)PROM

|WMF512K8-XXX5 *32CLCC

Wing Shing

SPROM

SPROM

WS24C02 WS24C02 *8S0 WS24C04 WS24C04 *8SO
WS24C08 WS24C08 *8S0 WS24C16 WS24C16 *8S0
WS24W04 WS24W04 *8SO WS24W08 WS24W08 *8S0
WS24W16 WS24W16 *8S0 WS24W32 WS24W32 *8SO
WS24W64 WS24W64 *8SO




XICOR

SPROM E(E)PROM

SPROM

X24001 X24001M *8MS X24001S *850 X24012

X24012M *8MS X24012S *8S0 X2402 X24022

X24022 *8S0 X24022M *8MMS X2404 X24042

X24042M *8MS X24042S *8S0 X24128 X24128P
X24128P-1.8 X24128P-2.5 X24164 X24164 *850
X24165 X24165 *8S0 X24256 *8S0 X24257

X24257P X24320P-1.8 X24320P-2.5 X243205-1.8 *850
X243205-2.5 *850 X24321SAE *850 X24321SAF *8S0 X24321SAG *850
X24321SAH *850 X24325P X243255 *850 X24640P-1.8
X24640P-2.5 X246405-1.8 *850 X246405-2.5 *850 X24641SAE *8S0
X24641SAF *8S0 X24641SAG *850 X24641SAH *850 X24645P
X2464558 *850 X24C00 X24C00S *8S0 X24C01
X24C01A X24C01PI X24C01PM X24C01S *8S0
X24C01S1 *8S0 X24C01SM *8S0 X24C02 X24C02PI
X24C02PM X24C0258 *8S0 X24C02581 *8S0 X24C0258M *8S0
X24C04 X24C04PI X24C04PM X24C0458 *8S0
X24C04S81 *8S0 X24C0458M *8S0 X24C08 X24C08PI
X24C08PM X24C08S8 *8S0 X24C08S81 *8S0 X24C0858M *8S0
X24C16 X24C16PI X24C16PM X24C1658 *850
X24C16581 *8S0 X24C16S8M *8S0 X24F008 *850 X24F008-5 *850
X24F008P X24F008P-5 X24F016-5 X24F016-5 *850
X24F016P X24F016P-5 X24F016S *8S0 X24F0165-5 *8SO
X24F032-5 X24F032-5 *850 X24F032P X24F032P-5
X24F032S *8S0 X24F0325-5 *8SO X24F064-5 X24F064-5 *850
X24F064P X24F064P-5 X24F064S *850 X24F0645-5 *8S0
X24F128-5 X24F128P X24F128P-5 X25020

X25020S *850 X25021 X25021S *850 X25040

X25040S *850 X25041 X25041S *850 X25043

X25043S *850 X25045 X25045-1.8 X25045-1.8S *850
X25045S *850 X25057 X25057-1.8 X25057-1.8S *8S0
X25057S *850 X25080 X25080S *850 X25097P
X25097P-1.8 X25097S *8S0 X250975-1.8 *850 X25097V *8SSOP
X25097V-1.8 *8SSOP X25128 X2512858 *850 X25138
X2513858 *850 X25160 X25160S *850 X25163 *8S0
X25164 *8S0 X25165 *8S0 X25165-1.8 *8S0 X25166 *8S0
X25168 X25168 *8S0 X25168-1.8 X25168-1.8 *8S0
X25169 X25169 *850 X25169-1.8 X25169-1.8 *850
X25170 X25170S8 *8S0 X25256 X2525658 *8S0
X25320 X25320S *8S0 X25323 *850 X25323-1.8 *850
X25324 *8S0 X25325 *8S0 X25325-1.8 *850 X25326 *8S0
X25328 X25328 *850 X25328-1.8 X25328-1.8 *850
X25329 X25329 *8S0 X25329-1.8 X25329-1.8 *8S0
X25330 X25330S *8S0 X25383S *850 X25383V *8SSOP
X25385S *850 X25385V *8SSOP X25640 X25640S *8S0
X25642 X2564258 *8S0 X25643 *850 X25644 *850
X25645 *8S0 X25646 *8S0 X25648 X25648 *8S0
X25649 X25649 *850 X25650 X2565058 *8S0
X25C02 X25C02M *8MS X25C02S *8S0 X25F008
X25F008P X25F008P-5 X25F008S *850 X25F0085-5 *8S0
X25F016 X25F016P X25F016P-5 X25F016S *8S0
X25F0165-5 *8S0 X25F032 X25F032P X25F032P-5
X25F032S *8S0 X25F0325-5 *8SO X25F047 X25F047-1.8
X25F047-1.85 *8S0 X25F047S *8S0 X25F064 X25F064P
X25F064P-5 X25F06458 *8S0 X25F06458-5 *8SO X25F087P
X25F087P-1.8 X25F087S *850 X25F0875-1.8 *8S0 X25F087V *8SSOP
X25F087V-1.8 *8SSOP X25F128P X25F128P-5 X5043

X5043 *8MS X5043 *850 X5043-1.8 X5043-1.8 *8BMS
X5043-1.8 *8S0 X5045 X5045 *8MS X5045 *8S0
X5045-1.8 X5045-1.8 *8BMS X5045-1.8 *8S0 X5083P
X5083P-2.7 X5083S *8S0 X50835-2.7 *8S0 X5083V *8SSOP
X5083V-2.7 *8SSOP X5163 X5163 *850 X5163-1.8
X5163-1.8 *8S0 X51638 *8S0 X51638-1.8 *8S0 X5165

X5165 *8S0 X5165-1.8 X5165-1.8 *8S0 X5168

X5168 *8S0 X5169 X5169 *8S0 X5323 *8S0
X5323-1.8 *8S0 X5325 *850 X5325-1.8 *8S0 X5328 *850
X5328-1.8 *8S0 X5329 *8S0 X5329-1.8 *8S0 X5563

X5643 X5643-1.8 X5645 X5645-1.8

X5648 X5648-1.8 X5649 X5649-1.8
X84041 X84041-3 X84041P X84041P-2.7
X84041P-3 X84041S *8S0 X840415-2.7 *850 X840415-3 *850
X84129 X84129-1.8 X84129P X84129P-1.8




X84129P-2.5 X84129Z *8XBGA X84161 X84161-1.8
X84161P X84161P-1.8 X84161P-2.5 X84161S8 *8S0
X8416158-1.8 *850 X8416158-2.5 *8S0 X84161V8 *3TSSOP X84641
X84641-1.8 X84641P X84641P-1.8 X84641P-2.5
X8464158 *8SO X8464158-1.8 *8S0 X8464158-2.5 *3S0

E(E)PROM

X28010 X28010 *32PL X2804A X2816A

X2816B X2816C X28256 X282561

X2864A X2864A(1) X2864A(M) X2864A(MB)
X2864BD X2864BDI X2864BP X2864BPI
X2864H X2864H(1) X28C010 X28C010 *32PL
X28C04 X28C04C X28C16 X28C16A
X28C16B X28C16C X28C256 X28C256B
X28C512 X28C64 X28HC256 X28HC256 *28TS
X28HC64 X28HC64 *28TS X28HT010 X28LV010
X28LV010 *32PL X28VC256 XM28C040

YMC

SPROM

SPROM

Y24LC02 Y24LC02 *8SO Y24L.C02 *8SSOP Y24LC04
Y24LC04 *8S0 Y24LC04 *8SSOP Y24LC08 Y24LC08 *8S0
Y24L.C08 *8SSOP Y24LC16 Y24LC16 *8SO Y24LC16 *8SSOP
Y24LC32 Y24LC32 *850 Y24LC32 *8SSOP Y24L.C64
Y24L.C64 *8SO Y24LC64 *8SSOP Y93LC46 *8SO Y93LC46 *8SSOP
Y93LC46(x8) *8SO Y93LC46(x8) *BSSOP Y93LC46A *8S0 Y93LC46A *8SSOP
Y93LC46A(x8) *8S0 Y93LC46A(x8) *8SSOP Y93LC56 *8S0 Y93LC56 *8SSOP
Y93LC56(x8) *8S0 Y93LC56(x8) *BSSOP Y93LC66 *8S0 Y93LC66 *8SSOP
Y93LC66(x8) *8SO Y93LC66(x8) *BSSOP Y93LC76 *8SO Y93LC76 *8SSOP
Y93LC76(x8) *8S0 Y93LC76(x8) *8SSOP Y93LC86 *8S0 Y93LC86 *8SSOP
Y93LCB6(x8) *8SO Y93LC86(x8) *BSSOP

ZEMPRO ELECTRONIC
SPROM

SPROM

TS25L010A-P

TS25L010AP-P

TS25L010AP-S *8SO

TS25L010AP-V *8SO

TS25L010A-S *8SO

TS25L010A-V *8SO

TS25L010B-P

TS25L010BP-P

TS25L010BP-S *8SO

TS25L010BP-V *8SO

TS25L010B-S *8SO

TS25L010B-V *8SO

TS25L010-P

TS25L010P-P

TS25L010P-S *8SO

TS25L010P-V *8SO

TS25L010-S *8SO

TS25L010-V *8SO

TS25L020A-V *8SO

TS25L020B-V *8SO

TS25L020-V *8S0O

TS25L16AP-S *8SOP

TS25L16BP-S *8SOP

TS25L16P-S *8SOP

TS25L512A-V *8S0

TS25L512B-V *8SO

TS25L512-V *8S0

TS25R010A-P

TS25R010AP-P

TS25R010AP-S *8SO

TS25R010AP-V *8S0O

TS25R010A-S *8SO

TS25R010A-V *8SO

TS25R010B-P

TS25R010BP-P

TS25R010BP-S *8SO

TS25R010BP-V *8SO

TS25R010B-S *8SO

TS25R010B-V *8S0O

TS25R010-P

TS25R010P-P

TS25R010P-S *8SO

TS25R010P-V *8SO

TS25R010-S *8SO

TS25R010-V *8SO

TS25R020A-V *8SO

TS25R020B-V *8S0O

TS25R020-V *8SO

TS25S010A-P

TS25S010AP-P

TS25S010AP-S *8SO

TS25S010AP-V *8S0O

TS25S010A-S *8SO

TS25S010A-V *8SO

TS25S010B-P

TS25S010BP-P

TS25S010BP-S *8SO

TS255010BP-V *8SO

TS25S010B-S *8SO

TS25S010B-V *8SO

TS25S010-P

TS25S010P-P

TS25S010P-S *8SO

TS25S010P-V *8SO

TS255010-S *8SO

TS25S010-V *8SO

TS25S020A-V *8SO

TS25S020B-V *8S0O

TS25S5020-V *8SO

Zhengxin

SPROM

SPROM

LX24C01 LX24C01 *8SO LX24C01 *8SSOP LX24C02
LX24C02 *8S0O LX24C02 *8SSOP LX24C04 LX24C04 *8SO

L X24C04 *8SSOP LX24C08 LX24C08 *8SO LX24C08 *8SSOP
LX24C16 LX24C16 *8SO LX24C16 *8SSOP




