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Item no.: 2002-1671

Product description: 2-CONDUCTOR ISOLATING AND TEST TERMINAL WITH
TESTING FACILITY Disconnect blade support, orange

Produkt kann von Bild abweichen / product may differ

Packing unit 50 pieces

RoHS compliant

Product group 22 (TOPJOB S RAIL-MOUNTED TERMINAL
BLOCKS) 

Cross section  [mm²] 0.25 - 2.5 mm²

Cross section [AWG] 22 - 12 AWG

Connection method CAGE CLAMP®S Connection 

Cross section [mm²] 0.25 - 4 mm²

Cross section [AWG] 22 - 12 AWG

Wiring method e+f 

Connection method CAGE CLAMP®S Connection 

Measured voltage EN 400 V

Measured shock voltage 6 kV

Pollution degree 3 

Current intensity EN 16 A

Weight 7.698 g

Color gray 

Wiring type Front-entry 

No. of connection Points 2 

No. of potentials 2 

Height 33 mm
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Height 1.299 in

Width 5.2 mm

Width 0.205 in

Depth 66.5 mm
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Depth 2.618 in

Strip length from 10 mm

Strip length to 12 mm

Strip length 0.43 in

Customs Tariff No. 85369010 

Country of Origin Deutschland 

Mounting TS 35 
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