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Box includes:
• LabelWriter™ Wireless label printer 
•   (1) Address Labels Starter Roll 
• Power Adapter  
• Power Cable 
• USB Cable 
• Quick Start Guide 

LabelWriter™ Wireless

High-speed label printer with Wi-Fi® connectivity
• Built-in Wi-Fi® for cable-free label printing from Mac®, PCs, smartphones, and tablets.

•  Add a single LabelWriter™  Wireless to a network and bring label printing to everyone

•  Direct thermal print technology eliminates the need for costly desktop printer  
ink or toner

•  Free DYMO Label Software allows for quick design and printing of labels  
from a Mac® or PC, or use Microsoft® Office plugins to print directly from  
Microsoft® Word, Excel® or Outlook®

•  Free DYMO Connect mobile app for creating and printing labels  
using Wi-Fi® from smartphones and tablets

•  DYMO Label Software compatible with Windows® 7 or later and Mac OS® v10.11 or later

•  DYMO Connect App compatible with Android™ 5.0 or later and iOS® 9.0 or later

* 4-line address label

LabelWriter Wireless Quick Specs
Unit Dimensions (L x W x H) 204 mm x 127 mm x 124 mm
Weight (excluding labels) 0.66 kg
PC/Mac® Compatible Yes – Windows 7/Mac OS v10.11 or later 
Mobile Compatibility Yes – Android™ 5.0/iOS® 9.0  or later
Max Label Width 62 mm  
Tape Platform LW
Resolution 600 x 300 dpi
Printing System Direct Thermal
Print Speed 71 labels/minute*
Barcodes Yes
Power Source Adapter Power Cable 
Networking Yes – Wi-Fi® 802.11b/g/n
Interface USB, Wi-Fi®

Country of Origin China

Item  
Number Description Length 

(mm)
Width 
(mm)

Height 
(mm)

Weight 
(kg) QTY UPC

1980562 LabelWriter Wireless UK/HK Unit-Sell 254 179 184 1.41 1 3501179805627

Shelf-Inner N/A N/A N/A N/A N/A NA

Case-Master 515 365 198 6.56 4 13501179805624

Pallet 1200 800 1333 182.44 N/A NA

2000932 LabelWriter Wireless BLK UK/HK Unit 254 179 184 1.41 1 03501170009321

Shelf N/A N/A N/A N/A N/A N/A

Case 515 365 198 6.56 4 13501170009328

Pallet 1200 800 1333 182.44 N/A NA

2025674 Wireless Power Adapter Unit 134.62 243.84 60.96 0.2 1 3026980256746

2025675 UK Power Cord Unit 134.62 243.84 60.96 0.3 1 3026980256753

1997364 Micro USB cable Unit 134.62 243.84 60.96 0.1 1 00001179003502

2025672 Spool Unit 134.62 243.84 119.38 0.2 1 3026980256722

60622 LabelWriter cleaning cards 10 pack Unit 35.56 127 91.44 0.05 1 00097043606221

Print labels without 
  cables using Wi-Fi®
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LabelWriter™ Wireless  | Compatible Labels

Print one label or hundreds – without the waste and hassle of sheet labels.
•  LW Standard Labels

Hassle-free labels for all your mailing, shipping and organizational needs.

Label Type Description Item No. Size Labels/Roll Rolls/Box Adhesive Material

M
ai

lin
g

Standard Address Label 1983173 28 x 89 130 1 Permanent Paper

Standard Address Label 1982991 28 x 89 260 2 Permanent Paper

Standard Address Label S0722370 28 x 89 130 2 Permanent Paper

Standard Address Label S0722360 28 x 89 130 24 Permanent Paper

Assorted Colour labels S0722380 28 x 89 130 2 Permanent Paper

Large Adddress Label 1983172 36x 89 260 1 Permanent Paper

Large Adddress Label S0722400 36x 89 260 2 Permanent Paper

Large Adddress Label S0722390 36x 89 260 24 Permanent Paper

Large Adddress Label S0722410 36x 89 260 1 Permanent Transparent Plastic

Large Return Address Label S0722520 25 x 54 500 1 Permanent Paper

Sh
ip

pi
ng Shipping / Name badge Labels S0722430 54 x 101 220 1 Permanent Paper

Shipping / Name badge Labels S0722420 54 x 101 220 12 Permanent Paper

M
ul

iti
-P

ur
po

se

Multi-Purpose Labels S0722530 13 x 25 1000 1 Removable Paper

Square Multi-Purpose Labels S0929120 25 x 25 750 1 Removable Paper

Multi-Purpose Labels S0722550 19 x 51 500 1 Removable Paper

Multi-Purpose Labels S0722540 57 x 32 1000 1 Removable Paper

Large Multi-Purpose Labels S0722440 54 x 70 320 1 Permanent Paper

Sp
ec

ia
lty

Suspension file labels S0722460 12 x 50 220 1 Permanent Paper

LAF Labels small S0722470 38 x 190 110 1 Permanent Paper

LAF Labels large S0722480 59 x 190 110 1 Permanent Paper

Small name badge label S0722560 41 x 89 300 1 Removable Paper

Appointment / name badge cards S0929100 51 x 89 300 1 Non-adhesive Paper

Large name badge cards S0929110 62 x 106 250 1 Non-adhesive Paper

CD Labels S0719250 57 diameter 160 1 Permanent Paper

Country of origin: Belgium 
*Labels are resistant to water, moisture, oil, heat, and tearing

DISTRIBUTED BY: 
Newell Europe Sàrl
Chemin de Blandonnet 10
1214 Vernier - Switzerland
WWW.DYMO.COM

This information is being provided for general information purposes and the compliance  
standards and certifications referenced herein are based on current standards which are subject to change. ©2017 Newell Brands

Water Solvents Oil Textured 
Surfaces

Temperature 
-18°C to 50°C

    LW Durable Labels Properties

Label Type Description Item No. Size Labels/Roll Rolls/Box Adhesive Material

Du
ra

bl
e

LW Durable Labels* 1976200 25 mm x 89 mm 100 1 Permanent Coated Polypropylene

LW Durable Labels* 1976411 25 mm x 54 mm 160 1 Permanent Coated Polypropylene

LW Durable Labels* 1976414 59 mm x 102 mm 50 1 Permanent Coated Polypropylene

LW Durable Labels* 1933085 19 mm x 64 mm 450 2 Permanent Coated Polypropylene

LW Durable Labels* 1933083 25 mm x 25 mm 850 2 Permanent Coated Polypropylene

LW Durable Labels* 1933081 25 mm x 89 mm 350 2 Permanent Coated Polypropylene

LW Durable Labels* 1933084 57 mm x 32 mm 800 1 Permanent Coated Polypropylene

LW Durable Labels* 1933088 59 mm x 102 mm 300 1 Permanent Coated Polypropylene

LW Durable Labels* 1933087 59 mm x 190 mm        170 1 Permanent Coated Polypropylene

LW Durable Labels* 1933086 104 mm x 159 mm 200 1 Permanent Plastic

•  LW Durable Labels
Tear-resistant, coated polypropylene labels with extra-strength adhesive that withstand abrasion, common cleaners, and a wide range 
of temperatures-ideal for shelving, storage, and signage.
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