
RS Stock 874-4862 

Dimensions: (mm) 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 
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Specifications 
• Rating: 300 14A 
• Pitch: 5.00mm 
• Insulation Withstands Voltage: AC 2000V / Min 
• Insulation Resistance: 1000M Ω or more at DC500V 
• Using temperature range: -40°C~ + 105°C 
• Screw Torque Value: 5kgf-cm 
• Suitable Electric Wire: 24~12 AWG  

Material 
• Housing: Green 
• End  Cover: Green 
• Screw: M2.5 Zn Plated 
• Wire Cage: Zn Plated 
• Clamp: Tin Plated 
• Cam: Zn Plated 
• Screw: M2.5 Zn Plated  
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