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Arm-mounted luminaire ROCIA.planar - RPD 1700/850

Errors and technical changes excepted. Images can vary from original.

Emax:
Emin:

1752 lx
255 lx

Photometric and electrical data may vary due to component tolerances.

illuminance

113458000-00668976

Em: 783 lx

distance: 50 cm

fitted with LED
Energy efficiency category A+

work equipment electronic ballast in housing
connected load 100-240 V; 50/60 Hz
power consumption approx. 18 W
light colour neutral white, approx. 5000 K

color rendering index (CRI) > 80

glare-free prismatic screen
system of protection IP 65
class of protection I
usage pressure switch
luminaire body aluminium, painted, Jet black
lamp cover polycarbonate, white opal
tubular sections tubular aluminium section, anodized, black
balance of articulation joints spring
weight (net) approx. 1.5 kg
mains lead approx. 3 m; mains plug

CEE 7/VII
fastening screw-down flange, table clamp (accessory), wall bracket

(accessory)


